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Low cost stainless steel quick link

- For linking or closing chains
- Stainless steel 316
- Low cost range, no SWL specified

.Application.
-  Nominal load figures are given as 

an indication only
-  Should not be used for lifting (load 

values not guaranteed)

.Info.
- Also available in steel

mrAssECoRing diameter 3.5-12mm

Low cost

A

ØD
L

C E

L1

MRA1-03/SS/ECO 3,5 37,2 30,4 9,7 5,5 12,6 220 8 3,09 F
MRA1-04/SS/ECO 4,0 41,0 33,0 11,7 6,3 12,7 280 12 3,36 F
MRA1-05/SS/ECO 5,0 51,2 41,0 13,0 7,0 17,0 450 22 3,79 F
MRA1-06/SS/ECO 6,0 59,0 47,0 14,7 8,8 20,0 650 36 4,31 F
MRA1-07/SS/ECO 7,0 67,7 54,0 18,3 9,7 23,7 900 54 7,34 F
MRA1-08/SS/ECO 8,0 74,6 59,0 18,3 9,9 25,0 1100 76 8,59 F
MRA1-10/SS/ECO 10,0 89,0 70,0 22,2 12,8 30,0 1800 138 14,84 F
MRA1-12/SS/ECO 12,0 105,0 82,0 24,8 14,2 34,0 3500 224 23,71 F

  Part number
Price each

1 to 19
       Nominal        load Weight
 ØD A L1 L C E (kg) (g)
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