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gagnez du temps sur notre Site

Risparmia tempo sul nostro sito 

 Commandez  
+ de 190 000 pièces 
standard en stock 
  Devis/commandes 
express
  Remises et prix à jour
   Infos sur les délais et les 
stocks

 Téléchargez  
gratuitement  
    Fiches techniques 
   Catalogues
     Fichiers 3D 

 Payez 
en toute sécurité

  Ordina più di  
190 000 componenti 
standard in stock 

 Preventivi/ordini express 
  Sconti e prezzi aggiornati
  Info su tempi di consegna e stock

Download gratuito  
    Schede tecniche 
   Cataloghi 
    File 3D 

Paga 
in tutta sicurezza

SEARCH

Save time by using our internet site
 Over 190 000 
standard parts in 
stock
 Express Quotes / orders
   Up to date discounts and 
prices

   Delivery times and stock 
availability

 Downloads free of charge  
    Technical documents 
   Catalogues
    3D files

 Secure 
payment online
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our team is at your service

 commande FACILE
  Conseils personnalisés de l’équipe commerciale et 
technique du lundi au vendredi, de 8h à 12h20 et de 13h40 
à 18h  +33(0)4 37 496 496.
   Fourniture à l’unité, petite et moyenne série de pièces : 
 Sur mesure selon plan / Hors catalogue.
  Règlement par virement bancaire, carte bancaire ou PayPal.

 livraison rapide
Livraison 24/48h* - Frais de port GRATUIT dès 100A 
d’achat*.
*Services soumis à conditions - Livraison en France métropolitaine

 ordine FACILE
  Consigli personalizzati del nostro team commerciale 
e tecnico dal lunedì al venerdì, dalle 8.30 alle 13.00 e dalle 
14.00 alle 17.30 allo +(39) 011.760.95.05
  Fornitura di componenti all’unità, piccole e medie serie:  
 / Su misura a disegno / Non standard.
  Pagamento con bonifico bancario, carta di credito o 
PayPal.

 Consegna
Spedizione GRATUITA a partire da 100A di acquisto*.
Articoli di lunghezza inferiore a un metro. Eccetto Sicilia, Sardegna e isole 
minori. *Servizi soggetti a condizioni.

 EASY to order
  Personalized advice offered by our sales and techni-
cal team from Monday to Friday 08:00 to 12:20 and 13:40 to 
18:00 - telephone +33(0)4 37 496 496.
  Parts supplied individually and in small and medium 
series : custom made according to plan / Non standard.
  Payment by bank transfer, credit card, PayPal.

 Rapid delivery
24/48h hour delivery* - free of charge for orders over 
100A*.
*Service subject to conditions - mainland France only

  informations 
pratiques

27 chemin des Peupliers 
Bât N
69570 Dardilly 
Lyon • France

 cial2@hpceurope.com  
 +33(0)4 37 496 496

Engrenages HPC SARL  
au capital de 76 224  SIRET : 
38291190700030 • Code APE 4669B   
Numéro de TVA : FR 41 382 911 907

  Informazioni 
pratiche

Ufficio di rappresentanza 
in Italia
C.so Vittorio Emanuele II N. 71
10128 Torino
Italia

 Info2@ctmeca.com 
  +(39) 011.760.95.05

Engrenages HPC SARL 
capital 76 224 Euros SIRET : 
38291190700030 • Code APE 4669B 
P.IVA : FR 41 382 911 907

  useful  
information 

27 chemin des Peupliers 
Bât N
69570 Dardilly 
Lyon • France

 cial2@hpceurope.com  
 +33(0)4 37 496 496

Engrenages HPC SARL  
au capital de 76 224  SIRET : 
38291190700030 • Code APE 4669B   
VAT Numbers : FR 41 382 911 907

notre équipe à votre service

Il nostro team al tuo servizio 
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Adjustable gas spring Øcylinder 15mm
Adjustable force up to 400NGSA15

400 N

Force Price
Part number Stroke L ØD1 ØD2 ØN A P E ØM (N) each
GSA-15-60A 60 147 15 6 6,1 10 16 6 M5 400 95,46 F
GSA-15-100A 100 227 15 6 6,1 10 16 6 M5 400 99,82 F
GSA-15-150A 150 327 15 6 6,1 10 16 6 M5 400 101,20 F
GSA-15-200A 200 427 15 6 6,1 10 16 6 M5 400 109,94 F
Adjustment screw
GSI-15-U5 For gas springs GSA-15 and GSI-15 21,05 F

- Gas spring
-  Works in compression (push mode)
-  Integrated valve
-  Progressivity: about 27%
-  Speed and damping: 

Normal speed, medium damping 
over 10mm approximately

- Operating temperature: -30°C to + 80°C
- M aterials: 

Steel rod ceramic coated (corrosion 
resistance 216h according 
to DIN50021SS) 
Steel body black epoxy paint

Important: Spring must be 
mounted with piston 
pointing down.

.Adjustment.
-  The gas spring are inflated  

to the force indicated
-  Let gas escape through the decompression 

valve using the adjustment screw to obtain 
the desired force.

CAUTION: Once the gas has been released, 
spring cannot be refilled

.Use.
-  Facilitate opening and closing 

of a bonnet or boot
- Additional effort

Dimensions in mm

Setting the force with the adjustment screw
2 3 41

DISCOUNTS Gas spring
Qty 1+ 3+ 6+

Disc. List -10% On request

DISCOUNTS Adjustment screw
Qty 1+ 3+

Disc. List On request

Ø15

Ø6

N

A
P

ØD2

ØM ØM

Stroke
L+/-2mm extended

ØD1
P

Thickness E
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- Gas spring
-  Works in compression (push mode)
-  Integrated valve
-  Progressivity: about 40%
-  Speed and damping: 

Slow speed, strong damping 
over 20mm to 60mm approximately 
depending on the stroke.

- Operating temperature: -30°C to + 80°C
- M aterials: 

Steel rod ceramic coated (corrosion 
resistance 216h according 
to DIN50021SS) 
Steel body black epoxy paint

Important: Spring must be 
mounted with piston 
pointing down.

.Adjustment.
-  The gas spring are inflated  

to the force indicated
-  Let gas escape through the 

decompression valve using the 
adjustment screw to obtain 
the desired force.

CAUTION: Once the gas has been 
released, spring cannot be refilled

.Use.
-  Facilitate opening and closing 

of a bonnet or boot
- Additional effort

Adjustable gas spring Øcylinder 19mm
Adjustable force up to 700N GSA19

700 N

Force Price
Part number Stroke L ØD1 ØD2 ØN A P E ØM (N) each
GSA-19-100A 100 264 19 8 8,1 10 20 10 M8 700 108,79 F
GSA-19-150A 150 364 19 8 8,1 10 20 10 M8 700 110,86 F
GSA-19-200A 200 464 19 8 8,1 10 20 10 M8 700 113,63 F
GSA-19-250A 250 564 19 8 8,1 10 20 10 M8 700 117,77 F
Adjustment screw
GSI-22-U8 For gas springs GSA-19, GSA-22 and GSI-22 21,31 F

Dimensions in mm

Setting the force with the adjustment screw
2 3 41

DISCOUNTS Gas spring
Qty 1+ 3+ 6+

Disc. List -10% On request

DISCOUNTS Adjustment screw
Qty 1+ 3+

Disc. List On request

Ø19

Ø8

N

A
P

ØD2

ØM ØM

Stroke
L+/-2mm extended

ØD1
P

Thickness E
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Adjustable gas spring Øcylinder 22mm
Adjustable force up to 1300NGSA22

1300 N

Force Price
Part number Stroke L ØD1 ØD2 ØN A P E ØM (N) each
GSA-22-100A 100 264 22 10 8,1 10 20 10 M8 700 111,32 F
GSA-22-150A 150 364 22 10 8,1 10 20 10 M8 700 113,16 F
GSA-22-200A 200 464 22 10 8,1 10 20 10 M8 700 118,22 F
GSA-22-250A 250 564 22 10 8,1 10 20 10 M8 700 119,83 F
Adjustment screw
GSI-22-U8 For gas springs GSA-19, GSA-22 and GSI-22 21,31 F

- Gas spring
-  Works in compression (push mode)
-  Integrated valve
-  Progressivity: about 45%
-  Speed and damping: 

Slow speed, strong damping 
over 20mm to 70mm approximately depending 
on the stroke.

- Operating temperature: -30°C to + 80°C
- M aterials: 

Steel rod ceramic coated (corrosion 
resistance 216h according 
to DIN50021SS) 
Steel body black epoxy paint

Important: Spring must be 
mounted with piston 
pointing down.

.Adjustment.
-  The gas spring are inflated  

to the force indicated
-  Let gas escape through the decompression 

valve using the adjustment screw to obtain 
the desired force.

CAUTION: Once the gas has been released, 
spring cannot be refilled

.Use.
-  Facilitate opening and closing 

of a bonnet or boot
- Additional effort

Dimensions in mm

Setting the force with the adjustment screw
2 3 41

DISCOUNTS Gas spring
Qty 1+ 3+ 6+

Disc. List -10% On request

DISCOUNTS Adjustment screw
Qty 1+ 3+

Disc. List On request

Ø22

Ø10

N

A
P

ØD2

ØM ØM

Stroke
L+/-2mm extended

ØD1
P

Thickness E
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ØK

H
E C

ØD
ØB

ØA
ØD1

VTLB

- Operating element
- Insert with tapped through hole
- Working T° range -30°C to +130°C
- Materials 
      Black polyamide PA6 glass fiber reinforced
     Brass or stainless steel 303 insert

.Advantages.
Handwheel size up to 100mm diameter 
provides excellent grip and clamping force

Thermoplastic

DISCOUNT
Qty 1+ 10+ 20+ 50+ 100+

Disc. List -5% -10% -15% On request

Three-lobe knob

Dimensions in mm

Part number Price each 1 to 9
Brass Stainless Weight Stainless
insert steel insert ØA ØB C ØD E H ØD1 ØK (g) Brass steel

VTLB8-63 VTLB8-63/SS 63 21 21 M8 18,5 30 12,5 Ø15 30 7,41 F 13,21 F
VTLB10-63 - 63 21 21 M10 18,5 30 12,5 Ø15 34 7,67 F
VTLB10-80 VTLB10-80/SS 80 26 23 M10 25 35 13 Ø20 59 9,02 F 13,49 F
VTLB12-80 - 80 26 23 M12 25 35 13 Ø20 61 9,79 F
VTLB12-100 VTLB12-100/SS 100 30 25 M12 25 38 17 Ø25 87 12,70 F 18,35 F
VTLB14-100 - 100 30 25 M14 25 38 17 Ø25 89 13,75 F

Strong tightening

Big diameter

from 63 mm

to 100 mm
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Slat top chains
and accessories

Support profile
(tome  p.102)

Driving sprocket
(tome  p.85)

Forward guide

Return guide

	

Locking ring
(tome  p.94)

Slat top chain
(tome  p.81 to p.84)

Idler or  
return wheel

(tome  p.88 to p.93)

Roller wheel
(tome  p.96)

stainless st
eel

Contact us
or acetal

Vente à distance de composants mécaniques
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*Subject to availability - Dimensions in mm

3 spoked handwheel without handle  

H

ØD

ØA

Ød

ØK

C

F
E

-  Manual operating element
- Materials: 

Wheel: glass fibre reinforced polyamide 
Hub: galvanised steel

.Options.
-  Different bore diameters 
-  Keyways
-  See modification info on page 64 

.Application.
-  All types of machines

Polyamide V3RA

DISCOUNTS
Qty 1+ 6+ 20+

Disc. List -5% On request
Ød

Part number pre-bore ØD H C ØA E F ØK
V3RA-100 4 100 46 20 24 12 24 18 4 11,53 F
V3RA-125 6 125 51 24 24 12 28 20 4 14,54 F
V3RA-160 6 160 61 28 32 15 31 30 4 20,55 F
V3RA-200 6 200 74 32 40 15 40 35 4 30,99 F
V3RA-250 6 250 83 34 48 17 49 35 - 47,30 F
V3RA-300 6 300 93 36 58 18 53 48 - 76,96 F
V3RA-375 6 375 104 38 58 18 53 48 - 114,18 F

Price each
1 to 5Stock*

New  Ø300
  Ø375

New    
New    
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*Subject to availability - Dimensions in mm

Ød
Part number pre-bore ØD H C ØA E F ØK L ØG P ØN
V3RA-100-PT 4 100 46 20 24 12 24 18 96 21 50 M6 4 19,13 F
V3RA-125-PT 6 125 51 24 24 12 28 20 101 21 50 M6 4 22,14 F
V3RA-160-PT 6 160 61 28 32 15 31 30 131 23 70 M8 4 28,52 F
V3RA-200-PT 6 200 74 32 40 15 40 35 164 26 90 M10 4 39,59 F
V3RA-250-PT 6 250 83 34 48 17 49 35 173 26 90 M10 - 56,24 F
V3RA-300-PT 6 300 93 36 58 18 53 48 183 26 90 M10 - 89,36 F
V3RA-375-PT 6 375 104 38 58 18 53 48 194 26 90 M10 - 131,55 F

3 spoked handwheel with revolving handle

-  Manual operating element
- Freely revolving handle for manual operation
-  Materials:

Wheel: glass fibre reinforced polyamide 
Hub: galvanised steel

.Options.
-  Different bore diameters 
-  Keyways
-  See modification info on page 64

.Application.
-  All types of machines

PolyamideV3RApt

DISCOUNTS
Qty 1+ 6+ 20+

Disc. List -5% On request

New  Ø300
  Ø375

Stock* Price each
1 to 5

New    
New    

ØG

ØN

L

H

ØD

ØA

Ød

P

ØK

C

F
E

Ø375

Ø100

p. 14
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*Subject to availability - Dimensions in mm

3 spoked handwheel with folding handle
Polyamide V3RAptr

-  Manual operating element
- Freely revolving handle for manual operation
-  Materials: 

Wheel: glass fibre reinforced polyamide 
Hub: galvanised steel

.Info..
-  Revolving handle folds away  

for safety

.Options.
-  Different bore diameters 
-  Keyways
-  See modification info

.Application.
-  All types of machines

Ød
Part number pre-bore ØD H C ØA E F L L1 ØG P ØN
V3RA-100-PTR 4 100 46 20 24 12 24 100 50 21 52 M4 4 45,26 F
V3RA-125-PTR 6 125 51 24 24 12 28 105 54 21 52 M4 4 50,00 F
V3RA-160-PTR 6 160 61 28 32 15 31 135 65 23 74 M5 4 56,78 F
V3RA-200-PTR 6 200 74 32 40 15 40 168 79 26 94 M6 4 67,94 F
V3RA-250-PTR 6 250 83 34 48 17 49 173 89 26 94 M6 - 81,82 F
V3RA-300-PTR 6 300 93 36 58 18 53 184 100 26 94 M6 - 115,85 F
V3RA-375-PTR 6 375 104 38 58 18 53 195 110 26 94 M6 - 146,58 F

DISCOUNTS
Qty 1+ 6+ 20+

Disc. List -5% On request
Price each

1 to 5Stock*

New  Ø300
  Ø375

New    
New    

ØG

ØN

L

L1 H

ØD

ØA

Ød

P

C

F
E

Ø375

Ø100

p. 14
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Hand wheels
Modification to boresV3RA

SHA
.Info..
It is possible to modify the bores of 
the V3RA and SHA series to suit your 
requirements. This is possible for 
versions without a handle, with a 
revolving handle and with a folding 
revolving handle.

Ordering example
V3RA-125-PT-16: A 3 spoke hand 
wheel with revolving handle, external 
diameter 125mm and 16mm bore 
diameter

Dimensions in mm

DISCOUNTS
Qty 1+ 6+ 20+

Disc. List -5% On request

ØD

ØdBore

Ød ØD Price each
Part number Pre-bore Max. bore Bore 1 to 5

V3RA-100 4 18 8-9-10-11-12-13-14
15-16-17-18

20,10 F
21,21 F

V3RA-125 6 18 8-9-10-11-12-13-14
15-16-17-18

22,31 F
23,46 F

V3RA-160 6 24
8-9-10-11-12-13-14
15-16-17-18-19-20

21-22-23-24

28,33 F
29,45 F
38,86 F

V3RA-200 6 32
8-9-10-11-12-13-14
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30

38,82 F
39,96 F
49,34 F
54,67 F

V3RA-250 6 6 36
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30-32

52,25 F
58,93 F
62,75 F

V3RA-300 6 6 36
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30-32

83,27 F
89,97 F
93,78 F

V3RA-375 6 6 36
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30-32

120,49 F
127,19 F
131,00 F

SHA-100 4 18 8-9-10-11-12-13-14
15-16-17-18

22,14 F
23,27 F

SHA-125 6 18 8-9-10-11-12-13-14
15-16-17-18

24,64 F
25,77 F

SHA-160 6 24
8-9-10-11-12-13-14
15-16-17-18-19-20

21-22-23-24

32,74 F
33,85 F
43,28 F

SHA-200 6 32
8-9-10-11-12-13-14
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30

45,59 F
46,73 F
56,14 F
61,49 F

quick
delivery

Ød ØD Price each
Part number Pre-bore Max. bore Bore 1 to 5
V3RA-100 4 18 8-9-10-11-12-13-14

15-16-17-18
20,10 F
21,21 F

V3RA-125 6 18 8-9-10-11-12-13-14
15-16-17-18

22,31 F
23,46 F

V3RA-160 6 24
8-9-10-11-12-13-14
15-16-17-18-19-20

21-22-23-24

28,33 F
29,45 F
38,86 F

V3RA-200 6 32
8-9-10-11-12-13-14
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30

38,82 F
39,96 F
49,34 F
54,67 F

V3RA-250 6 6 36
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30-32

52,25 F
58,93 F
62,75 F

V3RA-300 6 6 36
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30-32

83,27 F
89,97 F
93,78 F

V3RA-375 6 6 36
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30-32

120,49 F
127,19 F
131,00 F

SHA-100 4 18 8-9-10-11-12-13-14
15-16-17-18

22,14 F
23,27 F

SHA-125 6 18 8-9-10-11-12-13-14
15-16-17-18

24,64 F
25,77 F

SHA-160 6 24
8-9-10-11-12-13-14
15-16-17-18-19-20

21-22-23-24

32,74 F
33,85 F
43,28 F

SHA-200 6 32
8-9-10-11-12-13-14
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30

45,59 F
46,73 F
56,14 F
61,49 F

New    

New    

New    

New    

New    

New    

New    

New    

New    
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Hand wheels
Modification to bores V3RA

SHA

ØD K

C.Info..
 It is possible to modify the bores and keyways of 
the V3RA and SHA series to suit your requirements. 
This is possible for versions without a handle, with 
a revolving handle and with a folding revolving 
handle

Ordering example
V3RA-125-PT-14K: A 3 spoke hand wheel with 
revolving handle, external diameter 125mm, 14mm 
bore diameter and 5mm standardised keyway

Dimensions in mm

DISCOUNTS
Qty 1+ 6+ 20+

Disc. List -5% On request

quick
delivery

Ød ØD K C 0/+0,1 Price each
Part number Pre-bore Max. bore max. max. Bore 1 to 5
V3RA-100 4 14 5 16,3 8-9-10-11-12-13-14 50,64 F
V3RA-125-8 6 14 5 16,3 8-9-10-11-12-13-14 52,88 F
V3RA-160 6 20 6 22,8 8-9-10-11-12-13-14

15-16-17-18-19-20
58,84 F
60,00 F

V3RA-200 6 28 8 31,3
8-9-10-11-12-13-14
15-16-17-18-19-20

21-22-23-24-25
26-27-28

69,38 F
70,48 F
79,89 F
85,26 F

V3RA-250 6 32 10 35,3
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30-32

73,98 F
80,68 F
84,49 F

V3RA-300 6 32 10 35,3
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30-32

105,02 F
111,71 F
115,52 F

V3RA-375 6 32 10 35,3
15-16-17-18-19-20

21-22-23-24-25
26-27-28-29-30-32

142,24 F
148,92 F
152,74 F

SHA-100-8 4 14 5 16,3 8-9-10-11-12-13-14 52,71 F
SHA-125-8 6 14 5 16,3 8-9-10-11-12-13-14 55,20 F
SHA-160 6 20 6 22,8 8-9-10-11-12-13-14

15-16-17-18-19-20
63,27 F
33,85 F

SHA-200 6 28 8 31,3
8-9-10-11-12-13-14
15-16-17-18-19-20

21-22-23-24-25
26-27-28

76,14 F
77,28 F
86,72 F
92,08 F

Keyway
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For shafts Ø6 to Ø12PSPE20

Conical handle
- Smooth blind hole
- Working T°: 0°C to +70°C
- Material:
     Black PVC

.Assembly.
-  Fit using a mallet, no adhesive 

required

Conical flexible shaft handle Ø20

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

Dimensions in mm

Weight Price each
Part number ØD ØD1 ØT L P (g) 1 to 59

PSPE20-43-6 20 14 6 43 40 11 1,76 F
PSPE20-43-7 20 14 7 43 40 10 1,67 F
PSPE20-43-8 20 14 8 43 40 10 1,61 F
PSPE20-43-10 20 14 10 43 40 9 1,55 F
PSPE20-43-12 20 14 12 43 40 8 1,48 F

L

P

ØD1 ØT ØD
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For shafts Ø7 to Ø14 PSPE22

Conical handle
- Smooth blind hole
- Working T°: 0°C to +70°C
- Material:
     Black PVC

.Assembly.
-  Fit using a mallet, no adhesive 

required

Conical flexible shaft handle Ø22

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

Dimensions in mm

Weight Price each
Part number ØD ØD1 ØT L P (g) 1 to 59

PSPE22-60-7 22 17 7 60 58 24 2,79 F
PSPE22-60-8 22 17 8 60 58 23 2,61 F
PSPE22-60-9 22 17 9 60 58 23 2,51 F
PSPE22-60-10 22 17 10 60 58 22 2,45 F
PSPE22-60-12 22 17 12 60 58 21 2,33 F
PSPE22-60-14 22 17 14 60 58 20 2,27 F

L

P

ØD1 ØT ØD
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For tubes Ø12 to Ø22PSPD18

Knurled cylindrical handle
- Smooth blind hole
- Working T°: 0°C to +70°C
- Material:
     Black PVC

.Assembly.
-  Fit using a mallet, no adhesive 

required

.Advantages.
- Ergonomic handle for excellent grip

Flexible tube handle

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

Dimensions in mm

Weight Price each
Part number L ØT ØC P (g) 1 to 59

PSPD18-118-12 118 12 28 113 52 4,18 F
PSPD18-118-14 118 14 28 113 45 3,88 F
PSPD18-118-16 118 16 28 113 40 3,58 F
PSPD18-118-18 118 18 28 113 35 3,21 F
PSPD18-118-20 118 20 28 113 28 2,45 F
PSPD18-118-21 118 21 28 113 26 2,27 F
PSPD18-118-22 118 22 28 113 22 2,09 F
PSPD18-118-22L 118 22 28 113 19 2,15 F

L

P

ØT ØC

Typical application

Ergonomic handle
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For tubes Ø18 and Ø22 PSPD40

Knurled cylindrical handle
- Smooth blind hole
- Working T°: 0°C to +70°C
- Material:
     Black PVC

.Assembly.
-  Fit using a mallet, no adhesive 

required

.Advantages.
- Ergonomic handle for excellent grip

Flexible tube handle

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

Dimensions in mm

Weight Price each
Part number L A B ØT P (g) 1 to 59

PSPD40-112-18 112 26 40 18 106 49 4,64 F
PSPD40-112-22 112 26 40 22 106 47 4,64 F

P

L A

ØT
B

Typical application

Ergonomic handle
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FAD
Threaded swivel feet

Swivel feet without anti-slip 
plate
 Swiveling range +/-10° 
- Material:
      Base plastic PA glass fibre 

reinforced
     Spindle steel zinc plated

.Assembly.
-  By forceful interlocking  

(mallet or press)

*Depending on availability - Dimensions in mm

Max load Price each
Part number ØD ØM L ØR SW F H (N) Stock* 1 to 9
FAD25-6-20 24 M6 20 10 10 17,5 10,4 1000 4 2,81 F
FAD25-6-40 24 M6 40 10 10 17,5 10,4 1000 4 2,91 F
FAD25-8-20 24 M8 20 10 13 17,5 10,4 2000 - 3,06 F
FAD25-10-20 24 M10 20 10 13 17,5 10,4 2000 4 3,00 F
FAD25-10-40 24 M10 40 10 13 17,5 10,4 2000 4 3,22 F
FAD25-10-60 24 M10 60 10 13 17,5 10,4 2000 4 3,44 F
FAD40-6-20 39 M6 20 10 10 17,5 10,4 1000 4 2,91 F
FAD40-8-20 39 M8 20 10 13 17,5 10,4 2500 4 3,16 F
FAD40-10-40 39 M10 40 10 13 17,5 10,4 4000 4 3,32 F
FAD40-10-60 39 M10 60 10 13 17,5 10,4 4000 4 3,55 F
FAD50-6-15 49 M6 15 15 14 29,5 18,0 1000 - 4,92 F
FAD50-6-30 49 M6 30 15 14 29,5 18,0 1000 - 6,64 F
FAD50-8-25 49 M8 25 15 14 29,5 18,0 3500 - 4,79 F
FAD50-10-30 49 M10 30 15 14 29,5 18,0 4700 4 4,95 F
FAD50-10-45 49 M10 45 15 14 29,5 18,0 4700 4 5,17 F
FAD50-12-45 49 M12 45 15 14 29,5 18,0 7700 4 5,56 F

DISCOUNTS
Qty 1+ 10+ 20+ 40+

Disc. Net -10% -15% On request

Max load: up to 7700N

F
H

ØD

ØM

ØR
SW

L
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Adjustable furniture foot
For square tube PTCR

Price each
Part number C E A B ØM F L H S 1 to 59

PTCR20-M10 20 20 5 4 M10 24 16,7 - 1,5 - 2 1,90 F
PTCR25-M16 25 24 5 5 M16 22 20 34,5 1,5 - 2 2,10 F
PTCR30-M22 30 28 5 5 M22 20 19,5 45,5 1,5 - 2 1,98 F
PTCR35-M22 35 28 5 5 M22 21,5 29,3 34,5 1,5 - 2 3,07 F
PTCR40-M22 40 28 5 5 M22 21,5 29,3 34,5 1,5 - 2 3,51 F
PTCR50-M30 50 41 5 5 M30 28 29,3 45,5 1,5 - 2 4,77 F

Furniture foot with simple height adjustment
- For square tubes 20x20mm to 50x50mm
- Turn to adjust height
- Working T° -30°C to +80°C
- Material:

Thermoplastic PA12 black

.Advantages.
- Easy height adjustment
- Easy to install in the tube by pressure mounting

.Info.
-  Not sold individually, please contact us for details

Dimensions in mm

DISCOUNT
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

C

E

ØM A

L

S

B

F
H

Example of use
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 Stainless steel telescopic furniture foot
With threaded studPTMR

Static Price each
Part number ØD ØD1 H H1 ØF load (N) 1 to 5

PTMR30-40-M10 30 40 80/110 67 M10x15 3000 21,60 F
PTMR44-56-M10 44,5 56,5 130/180 85 M10x30 5000 26,85 F
PTMR56-64-M10 56,5 64 130/180 85 M10x30 8000 29,54 F

Furniture foot with simple height adjustment
- Turn to adjust height
- Materials:

Stainless steel foot 304
Glass fibre reinforced nylon internal thread
Anti-slip pad in black PVC

.Advantages.
- Easy height adjustment
-  When washing, the water flows over the outer 

part of the foot

Dimensions in mm

DISCOUNT
Qty 1+ 6+ 10+ 15+ 20+

Disc. List -5% -10%-15% On request

ØD1

ØD

ØF

H1

H

Example of use: 
metal cabinet
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Stainless steel telescopic furniture foot
With square plate PTMC

Static Price each
Part number ØD ØD1 H H1 K N load (N) 1 to 5

PTMC44-56-82 44,5 56,5 130/180 85 82 65 5000 31,54 F
PTMC56-64-82 56,6 64 130/180 85 82 65 8000 34,15 F

Furniture foot with simple height adjustment
- Turn to adjust height
- Materials:

Stainless steel foot 304
Glass fibre reinforced nylon internal thread
Anti-slip pad in black PVC

.Advantages.
- Easy height adjustment
-  When washing, the water flows over the outer 

part of the foot

Dimensions in mm

DISCOUNT
Qty 1+ 6+ 10+ 15+ 20+

Disc. List -5% -10%-15% On request

ØD1
Ø8

ØD
N
K

H1
H

Example of use: 
metal cabinet
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Half-articulated foot Ø65
Maximum load 18000NPR65C

Dimensions in mm

Thread Static load Price each
Part number ØD ØF B A A/F G H H1 (N) 1 to 19
PR65C-12-50/SS 65 M12 50 39 10 29 89 92 13000 12,33 F
PR65C-12-100/SS 65 M12 100 39 10 29 139 142 13000 13,40 F
PR65C-12-150/SS 65 M12 150 39 10 29 189 192 13000 15,07 F
PR65C-16-100/SS 65 M16 100 39 13 29 139 142 18000 15,55 F
PR65C-16-150/SS 65 M16 150 39 13 29 189 192 18000 18,27 F
PR65C-16-200/SS 65 M16 200 39 13 29 239 242 18000 20,16 F
PR65C-20-100/SS 65 M20 100 41 17 29 141 144 18000 20,16 F
PR65C-20-150/SS 65 M20 150 41 17 29 191 194 18000 23,36 F
PR65C-20-200/SS 65 M20 200 41 17 29 241 244 18000 26,61 F
PR65C-20-250/SS 65 M20 250 41 17 29 291 294 18000 30,32 F

DISCOUNTS
Qty 1+ 20+ 50+

Disc. List -10% On request

16°

ØF

H1

ØD

GA

B

H

Swivel levelling foot with protective collar
- Up to +/-5° from vertical 
- Non slip base in NBR rubber 70 shore
-  Base: Blue polyamide (RAL5005) fiber glass 

reinforced 
- Spindle: Stainless steel 304

.Advantages.
-  Articulated rod allows auto-alignment with the 

ground
- Sole material ensures flexibility and grip
-  The collar at the base of the stem limits (but does 

not prevent) the retention of material

Blue
RAL 5005

Collar
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ØF

A/F

G

ØD

B

A

H

10°

Articulated foot with solid base foot Ø40
Accepts loads up to 3000N PTA40

PTA40SS

Part number Static Price each
bright sanded finish ØD ØF B A A/F G H load (N) 1 to 14

Steel foot
PTA40-8-25 - 40 M8 25 26 6 15 51 3000 - 10,91 F
PTA40-8-50 - 40 M8 50 26 6 15 76 3000 - 11,33 F
PTA40-8-75 - 40 M8 75 26 6 15 101 3000 - 11,79 F
PTA40-10-25 - 40 M10 25 26 8 15 51 3000 - 11,33 F
PTA40-10-50 - 40 M10 50 26 8 15 76 3000 - 11,79 F
PTA40-10-75 - 40 M10 75 26 8 15 101 3000 - 12,21 F
PTA40-10-100 - 40 M10 100 26 8 15 126 3000 - 12,51 F
PTA40-10-125 - 40 M10 125 26 8 15 152 3000 - 12,67 F
Stainless steel foot
PTA40-8-25/SS PTA40-8-25/SS/SB 40 M8 25 26 6 15 51 3000 - 13,27 F
PTA40-8-50/SS PTA40-8-50/SS/SB 40 M8 50 26 6 15 76 3000 - 13,67 F
PTA40-8-75/SS PTA40-8-75/SS/SB 40 M8 75 26 6 15 101 3000 - 14,15 F
PTA40-10-25/SS PTA40-10-25/SS/SB 40 M10 25 26 8 15 51 3000 - 14,45 F
PTA40-10-50/SS PTA40-10-50/SS/SB 40 M10 50 26 8 15 76 3000 - 14,91 F
PTA40-10-75/SS PTA40-10-75/SS/SB 40 M10 75 26 8 15 101 3000 - 15,36 F
PTA40-10-100/SS PTA40-10-100/SS/SB 40 M10 100 26 8 15 126 3000 - 16,24 F
PTA40-10-125/SS PTA40-10-125/SS/SB 40 M10 125 26 8 15 151 3000 - 16,88 F

- Articulated foot
-  Up to +/- 10° from vertical
- Materials:

Steel version:
Base: Galvanised sheet steel C40
Shaft: Galvanised steel (nut not supplied)
Sole: Vulcanised NBR rubber,  
hardness 80° Shore
Stainless steel version:
Base: Sheet stainless  
steel 304
Shaft: Stainless steel 304  
(nut not supplied)
Sole: Vulcanised NBR  
rubber, hardness 80°  
Shore

.Advantages.
-  Excellent Price-Quality  

ratio

Dimensions in mm

DISCOUNTS
Qty 1+ 15+ 20+ 25+ 40+

Disc. List -5% -10%-15% On request

Stainless steel 

version, 

sanded finish
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  Part number

Fixable articulated foot Ø123
Maximum load 35,000NPR125

- Levelling foot
- Non slip base
- Materials:

Base: Black glass reinforced polyamide (Shore 70)
Spindle: Zinc plated steel or stainless steel 304 
(nut not supplied)

.Advantages.
-  Articulated rod allows auto-alignment  

with the ground
-  Sole material ensures flexibility and grip

.Accessories.
-  Extension for articulated foot  

PR125-ENT (p.27)

.Info..
-  Values given for static loads will be  

reduced in case of a vibrating load

*Depending on availability - Dimensions in mm

With non-slip 
base

ØD
Thread

ØF B A A/F G H H1

Static 
load
 (N)

Price 
each

1 to 19

Steel or 
stainless 

steel 
spindle

Steel spindle
PR125-16-75 123 M16 75 57 20 37 132 133 35000 4 22,11 F
PR125-16-150 123 M16 150 57 20 37 207 208 35000 4 26,01 F
PR125-16-225 123 M16 225 57 20 37 282 285 35000 4 30,40 F
PR125-20-125 123 M20 125 57 20 37 182 185 35000 4 21,99 F
PR125-20-200 123 M20 200 57 20 37 257 260 35000 4 25,67 F
PR125-20-250 123 M20 250 57 20 37 307 310 35000 4 30,17 F
PR125-24-125 123 M24 125 57 20 37 182 185 35000 4 21,99 F
PR125-24-200 123 M24 200 57 20 37 257 260 35000 4 25,67 F
PR125-24-250 123 M24 250 57 20 37 307 310 35000 4 30,17 F
PR125-30-125 123 M30 125 58 26 37 183 186 35000 4 23,61 F
PR125-30-200 123 M30 200 58 26 37 258 261 35000 4 28,25 F
PR125-30-250 123 M30 250 58 26 37 308 311 35000 - 31,44 F
Stainless steel spindle
PR125-16-75/SS 123 M16 75 57 20 37 132 135 35000 - 38,12 F
PR125-16-150/SS 123 M16 150 57 20 37 207 210 35000 4 48,96 F
PR125-16-225/SS 123 M16 225 57 20 37 282 285 35000 - 61,81 F
PR125-20-125/SS 123 M20 125 57 20 37 182 185 35000 4 45,36 F
PR125-20-200/SS 123 M20 200 57 20 37 257 260 35000 - 57,95 F
PR125-20-250/SS 123 M20 250 57 20 37 307 310 35000 - 66,63 F
PR125-24-125/SS 123 M24 125 57 20 37 182 185 35000 - 45,36 F
PR125-24-200/SS 123 M24 200 57 20 37 257 260 35000 - 51,69 F
PR125-24-250/SS 123 M24 250 57 20 37 307 310 35000 - 66,63 F
PR125-30-125/SS 123 M30 125 58 26 37 183 186 35000 - 51,47 F
PR125-30-200/SS 123 M30 200 58 26 37 258 261 35000 - 65,71 F
PR125-30-250/SS 123 M30 250 58 26 37 308 311 35000 - 74,88 F

Stock*

ØF

A/F

30°

H1
H

Ø12,5

87

ØD

GA

B

Flat DISCOUNTS
Qty 1+ 20+ 50+

Disc. List -10% On request
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Extension for articulated foot Ø123
For articulated foot PR125 PR125

Dimensions in mm

Extension with mounting holes for articulated 
feet PR125
- Material 
     Polyamide
- Delivered without anti-slip rubber pad
- Suitable for any type of floor

.Advantages.
-  Easily compensates for large differences in 

floor level

Static load Price each
Part number ØD ØE H ØG ØF (N) 1 to 19
PR125-ENT 123 87 43 13 18 35000 13,57 F

DISCOUNTS
Qty 1+ 20+ 50+

Disc. List -10% On request

Application example

ØG

H

ØF

ØE
ØD

Assembly example
(screws not included)
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ØF

A/F

B

H

10°

ØD
80

A Ø15
G

Static Price each
Part number ØD ØF B A A/F G H load (N) 1 to 5

PAMF120-16-100/SS 120 M16 100 47 13 32 147 30000 74,87 F
PAMF120-16-150/SS 120 M16 150 47 13 32 197 30000 76,96 F
PAMF120-16-200/SS 120 M16 200 47 13 32 247 30000 80,63 F
PAMF120-20-100/SS 120 M20 100 47 17 32 147 30000 77,27 F
PAMF120-20-150/SS 120 M20 150 47 17 32 197 30000 80,30 F
PAMF120-20-200/SS 120 M20 200 47 17 32 247 30000 84,20 F
PAMF120-20-250/SS 120 M20 250 47 17 32 297 30000 89,05 F
PAMF120-24-150/SS 120 M24 150 49 20 32 199 30000 89,05 F
PAMF120-24-200/SS 120 M24 200 49 20 32 249 30000 93,57 F
PAMF120-24-250/SS 120 M24 250 49 20 32 299 30000 100,90 F

Articulated fixable foot, pressed bolt-down base Ø120
Accepts loads up to 30 000NPAMF120

Tilting foot
- Tilt up to +/- 5° from vertical
- With non-slip sole
- Materials:

Base: Stainless steel sheet 304
Spindle: Stainless steel 304  
(nut not supplied)
Sole: Vulcanised NBR rubber, 80° Shore

.Advantages.
-  Easy to secure due  

to large distance  
between shaft  
and mounting hole

.Options.
-  Other shaft dimensions  

are available on request

Large spacing 

allows use of a 

hammer drill

Dimensions in mm

DISCOUNTS
Qty 1+ 6+ 10+ 15+ 20+

Disc. List -5% -10% -15% On request

Large hole 

allows use of  

a rawlplug
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Dimensions in mm

Keysteel
Steel C45 or Stainless steel 316 KS

KSSS

H

WL

-  Long key bars to be cut to the 
desired length

- C onform to DIN6880 
Material 
Steel C45 (Breaking strength  
50kg/mm² mini) 
Stainless steel 316Ti 
(X6CrNiMoTi17-12-2)

Stainless steel

Steel

Price each
Part number W H L 1 to 5

Steel Stainless (h9) (h11) (mm)  Steel Stainless 
KS2-500 - 2 2 500 5,86 F -
KS3-500 - 3 3 500 5,05 F -
KS4-500 - 4 4 500 6,06 F -
KS5-500 KS5-500/SS 5 5 500 7,78 F 57,41 F
KS6-500 KS6-500/SS 6 6 500 9,95 F 59,17 F
KS8-500 - 8 8 500 11,55 F -
KS87-500 KS87-500/SS 8 7 500 9,94 F 83,87 F
KS10-500 - 10 10 500 16,89 F -
KS108-500 KS108-500/SS 10 8 500 14,14 F 117,15 F
KS12-500 - 12 12 500 22,15 F -
KS128-500 KS128-500/SS 12 8 500 12,70 F 140,99 F
KS14-500 - 14 14 500 26,15 F -
KS149-500 KS149-500/SS 14 9 500 16,67 F 191,88 F
KS1610-500 KS1610-500/SS 16 10 500 21,15 F 237,78 F
KS1811-500 KS1811-500/SS 18 11 500 26,18 F 284,29 F
KS2012-500 - 20 12 500 29,75 F -
KS2214-500 KS2214-500/SS 22 14 500 38,57 F 427,61 F
KS2514-500 - 25 14 500 43,78 F -

DISCOUNTS
Qty 1+ 6+ 20+

Disc. List -15% On request
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RTTss

- Inserts between the shaft and the bore
- High transmissible torque
- Contact pressure spread evenly
- Easy to assembly and dismantle
- Reduced width
- Backlash free
- No constraints due to keyway
- Increases the resistant part of the shaft
- Suitable for alternating movement
- Up to 4 units can be used together
- Material 
     Stainless steel

.Info..
- **PN : hub surface pressure
- **Pw : shaft surface pressure

Dimensions in mm

Tightening Transmissible
torque torque **Pw **PN

Part number ØA ØD L1 L L2 Screw M TA (Nm) T (Nm) (N/mm²) (N/mm²) Price each
RTT20-47/SS 20 47 26 20 17 8xM6x18 8 110 133 57 - 43,32 F
RTT22-47/SS 22 47 26 20 17 8xM6x18 8 120 131 57 - 43,78 F
RTT24-50/SS 24 50 26 20 17 9xM6x18 8 150 125 60 - 45,26 F
RTT25-50/SS 25 50 26 20 17 9xM6x18 8 155 120 60 - 44,54 F
RTT28-55/SS 28 55 26 20 17 9xM6x18 8 170 107 55 - 47,67 F
RTT30-55/SS 30 55 26 20 17 9xM6x18 8 185 100 55 - 49,12 F
RTT32-60/SS 32 60 26 20 17 12xM6x18 8 265 125 66 - 51,29 F
RTT35-60/SS 35 60 26 20 17 12xM6x18 8 290 114 67 - 51,37 F
RTT38-65/SS 38 65 26 20 17 15xM6x18 8 390 131 77 - 59,27 F
RTT40-65/SS 40 65 26 20 17 15xM6x18 8 410 125 77 - 66,67 F
RTT42-75/SS 42 75 32 24 20 12xM8x22 18 595 138 78 - 76,42 F
RTT45-75/SS 45 75 32 24 20 12xM8x22 18 635 129 78 - 80,38 F
RTT48-80/SS 48 80 32 24 20 12xM8x22 18 680 121 73 - 84,49 F
RTT50-80/SS 50 80 32 24 20 12xM8x22 18 700 116 73 - 90,37 F

REMISES
Qty 1+ 2+ 5+

Disc. List -5% On request

Torque medium/high, not self-centering

ØDØA

L
L2

L1

Stainless

steel

Stainless steel locking assembly
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Dimensions in mm

RT25SS

-  Inserts between the shaft and the 
bore

- High transmissible torque
- Contact pressure spread evenly
- Easy to assembly and dismantle
- Reduced width
- Backlash free
- No constraints due to keyway
- Increases the resistant part of the shaft
-  Suitable for alternating rotational 

movement
- Material 
     Stainless steel

.Info..
- **Pn : hub surface pressure
- **Pw : shaft surface pressure

Torque medium/high
Stainless steel self-centering flanged locking assembly

Tightening Transmissible
torque torque **Pw **PN

 Part number ØA ØG ØD L1 L K Screw M TA (Nm) T (Nm) (N/mm²) (N/mm²) Price each
RT25-10-16/SS 10 16 29 31 27 14 4xM4x12 2 22 82 51 27,21 F
RT25-12-18/SS 12 18 32 32 28 14 4xM4x12 2 26 69 46 28,44 F
RT25-14-23/SS 14 23 38 32 28 14 4xM4x12 2 30 59 36 31,60 F
RT25-15-24/SS 15 24 44 43 37 16 4xM6x18 8 73 107 67 43,68 F
RT25-16-24/SS 16 24 44 43 37 16 4xM6x18 8 78 101 67 43,74 F
RT25-18-26/SS 18 26 47 45 39 18 4xM6x18 8 87 79 55 43,58 F
RT25-19-27/SS 19 27 49 45 39 18 4xM6x18 8 92 75 53 44,11 F
RT25-20-28/SS 20 28 50 45 39 18 4xM6x18 8 97 71 51 47,51 F
RT25-22-32/SS 22 32 54 52 46 25 4xM6x18 8 105 47 32 53,15 F
RT25-24-34/SS 24 34 56 52 46 25 6xM6x18 8 175 64 45 61,61 F
RT25-25-34/SS 25 34 56 52 46 25 6xM6x18 8 180 62 45 60,91 F
RT25-28-39/SS 28 39 61 52 46 25 6xM6x18 8 200 55 40 65,92 F
RT25-30-41/SS 30 41 62 52 46 25 6xM6x18 8 220 51 38 74,14 F
RT25-32-43/SS 32 43 65 52 46 25 8xM6x18 8 310 64 48 79,89 F
RT25-35-47/SS 35 47 66 59 53 32 8xM6x18 8 340 46 34 85,08 F
RT25-38-50/SS 38 50 72 59 53 32 8xM6x18 8 370 42 32 92,17 F
RT25-40-53/SS 40 53 75 59 53 32 8xM6x18 8 390 40 30 109,36 F
RT25-42-55/SS 42 55 78 59 53 32 8xM6x18 8 410 39 29 114,25 F
RT25-45-59/SS 45 59 86 78 70 45 8xM8x22 18 820 48 36 159,84 F
RT25-48-62/SS 48 62 87 78 70 45 8xM8x22 18 880 45 35 164,33 F
RT25-50-65/SS 50 65 92 78 70 45 8xM8x22 18 910 43 33 197,76 F

K

L
L1

ØGØAØD Stainless 

steel

DISCOUNTS
Qty 1+ 2+ 5+

Disc. List -5% On request
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Dimensions in mm

RT61

- Inserts between the shaft and the bore
- Contact pressure spread evenly
- Easy to assembly and dismantle
- Reduced width
- Backlash free
- No constraints due to keyway
- Increases the resistant part of the shaft
-  Suitable for alternating rotational 

movement
- Material 
     Steel C45E

.Info..
- **Pn: hub surface pressure
- **Pw: shaft surface pressure

Torque medium/low
Self-centering locking assembly

DISCOUNT
Qty 1+ 6+ 20+ 40+ 60+ 100+

Disc. List -10% -15% -20% -25% On request

Tightening Transmissible
torque torque PW** PN* Price each

 Part number ØA ØG L L1 Screw M TA (Nm) T (Nm) (N/mm2) (N/mm2) 1 to 5
RT61-10-20 10 20 15,5 13 4xM2,5x12 1,2 19 89 45 7,40 F
RT61-12-22 12 22 15,5 13 4xM2,5x12 1,2 23 75 41 7,67 F
RT61-14-26 14 26 20,0 17 4xM3x16 2,1 39 71 38 8,11 F
RT61-15-28 15 28 20,0 17 4xM3x16 2,1 42 66 35 8,11 F
RT61-16-32 16 32 21,0 17 4xM4x16 4,9 77 107 54 9,08 F
RT61-18-35 18 35 25,0 21 4xM4x20 4,9 87 77 40 9,39 F
RT61-19-35 19 35 25,0 21 4xM4x20 4,9 91 73 40 9,39 F
RT61-20-38 20 38 26,0 21 4xM5x20 10,0 157 113 60 9,73 F
RT61-22-40 22 40 26,0 21 4xM5x20 10,0 173 103 57 11,07 F
RT61-24-47 24 47 32,0 26 4xM6x24 17,0 268 110 56 12,95 F
RT61-25-47 25 47 32,0 26 4xM6x24 17,0 279 105 56 13,14 F

ØG ØA

L

L1
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Dimensions in mm

RT61ss

- Inserts between the shaft and the bore
- Contact pressure spread evenly
- Easy to assembly and dismantle
- Reduced width
- Backlash free
- No constraints due to keyway
- Increases the resistant part of the shaft
- Suitable for alternating rotational movement
- Material 
     Stainless steel

.Info..
- **Pn: hub surface pressure
- **Pw: shaft surface pressure

Torque medium/low
 Stainless steel self-centering locking assembly

DISCOUNT
Qty 1+ 2+ 5+

Disc. List -5% On request

Tightening Transmissible
torque torque PW** PN*

 Part number ØA ØG L L1 Screw M TA (Nm) T (Nm) (N/mm2) (N/mm2) Price each
RT61-10-20/SS 10 20 15,5 13 4xM2,5x12 0,5 6 33 17 20,33 F
RT61-12-22/SS 12 22 15,5 13 4xM2,5x12 0,5 7 26 15 20,58 F
RT61-14-26/SS 14 26 20,0 17 4xM3x16 0,9 13 28 15 22,02 F
RT61-15-28/SS 15 28 20,0 17 4xM3x16 0,9 14 26 14 22,44 F
RT61-16-32/SS 16 32 21,0 17 4xM4x16 2,2 28 45 23 23,71 F
RT61-18-35/SS 18 35 25,0 21 4xM4x20 2,2 32 32 17 25,77 F
RT61-19-35/SS 19 35 25,0 21 4xM4x20 2,2 34 31 17 25,84 F
RT61-20-38/SS 20 38 26,0 21 4xM5x20 4,2 55 45 24 27,73 F
RT61-22-40/SS 22 40 26,0 21 4xM5x20 4,2 61 41 23 31,13 F
RT61-24-47/SS 24 47 32,0 26 4xM6x24 7,3 96 44 23 36,26 F
RT61-25-47/SS 25 47 32,0 26 4xM6x24 7,3 100 43 23 39,10 F

ØG ØA

L

L1

stainless
steel
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15

Ø16

4xM5

26 27,5

4 Ø8

Ø9

26,5
14,5

4x5,5
63,5+stroke

48+stroke

17,5

Ø27

26
9,5 6

59 39 58 6969

15,5 36 12

5,5

Ø10

Max carried payload 1kg

Max carried Weight
Part number Stroke (mm) payload (kg) (kg) Price each

TBE10-50 50 1 0,51 243,75 F
TBE10-100 100 1 0,59 246,17 F

Static Dynamic
Fmax (daN) 10 2,5
Cmax (Nm) 4 1
Mmax (Nm) 5 1

TBE10
-  Leadscrew table for manual use
- Right hand trapezoidal leascrew TR10x2
-  Guided by 2 shaft in steel on 4 brass 

bearings
- Axial accuracy < 0,20mm
- With clamping wingnut and grip knob
- Materials:
    Anodised aluminium and steel
- Working T° : from +5°C to +80°C

.Accessories.
- Base plate with ruler TBE-BASE (p. 37)

Dimensions in mm

Economic Mini-table with trapezoidal leadscrew

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request(40mm<r<100mm)

Admissible payload

M
F

s

r

P
C=P(N) x r(m)

Clamping 
wingnut

Brass 
bearings
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15

Ø16

4xM6

32 34

7 Ø10

Ø11

33
18

4x6,5
85,5+stroke

70+stroke

17,5

Ø27

46
9,5 6

73 46 70 8385

15,5 58 12

6,5

Ø12

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request

Max carried payload 2kg TBE12
-  Leadscrew table for manual use
- Right hand trapezoidal leascrew TR10x2
-  Guided by 2 shaft in steel on 4 brass 

bearings
- Axial accuracy < 0,20mm
- With clamping wingnut and grip knob
- Materials:
    Anodised aluminium and steel
- Working T° : from +5°C to +80°C

.Accessories.
- Base plate with ruler TBE-BASE (p. 37

Economic Mini-table with trapezoidal leadscrew

Max carried Weight
Part number Stroke (mm) payload (kg) (kg) Price each

TBE12-50 50 2 0,91 275,55 F
TBE12-100 100 2 1,02 278,55 F
TBE12-150 150 2 1,13 281,56 F
TBE12-200 200 2 1,24 284,57 F

Static Dynamic
Fmax (daN) 20 5
Cmax (Nm) 8 2
Mmax (Nm) 10 2

Dimensions in mm

(50mm<r<150mm)

Admissible payload

M
F

s

r

P
C=P(N) x r(m)

Clamping 
wingnut

Brass 
bearings
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17

Ø20

4xM6

36 38

7 Ø10

Ø14

37
20

4x8,5
101,3+stroke

84+stroke

20,5

Ø33

58
9,3 8

88 56 82 9898

17,3 68 16

8

Ø16

Admissible payload

M
F

s

r

P
C=P(N) x r(m)

- Leadscrew table for manual use
- Right hand trapezoidal leascrew TR12x3
-  Guided by 2 shaft in steel on 4 brass 

bearings
- Axial accuracy < 0,20mm
- With clamping wingnut and grip knob
- Materials:
    Anodised aluminium and steel
- Working T° : from +5°C to +80°C

.Accessories.
- Base plate with ruler TBE-BASE (p. 37)

Max carried Weight
Part number Stroke (mm) payload (kg) (kg) Price each

TBE16-50 50 5 1,53 303,14 F
TBE16-100 100 5 1,71 306,75 F
TBE16-150 150 5 1,89 310,34 F
TBE16-200 200 5 2,07 313,94 F

Static Dynamic
Fmax (daN) 40 12
Cmax (Nm) 17 4
Mmax (Nm) 20 5

(60mm<r<200mm)

Max carried payload 5kgTBE16
Economic Mini-table with trapezoidal leadscrew

Dimensions in mm

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request

Clamping 
wingnut

Brass 
bearings
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Allows X-Y cross tables TBEbASe

- Base plate with ruler
- To be screwed under the end supports
-  Allows mounting in XY cross tables 

thanks to counterbored holes 
- Ruler with graduation in mm
- Delivered with 8 fixing screws
- Material:
    Plate Anodised aluminium
    Stainless steel ruler
    Zinc plated fixing screws

Base plate for economic mini-table

For Stroke Weight Price
Part number table (mm) C HB LB E0 E1 F ØD1 ØD2 P2 (kg)   each
TBE10-50/BASE TBE10 50 69 9,0 110 26 59 12 5,2 9 5,0 0,20 55,47 F
TBE10-100/BASE TBE10 100 69 9,0 160 26 59 12 5,2 9 5,0 0,28 62,91 F
TBE12-50/BASE TBE12 50 83 9,5 132 46 73 12 6,5 11 6,5 0,30 75,44 F
TBE12-100/BASE TBE12 100 83 9,5 182 46 73 12 6,5 11 6,5 0,40 81,45 F
TBE12-150/BASE TBE12 150 83 9,5 232 46 73 12 6,5 11 6,5 0,50 87,69 F
TBE12-200/BASE TBE12 200 83 9,5 282 46 73 12 6,5 11 6,5 0,60 93,85 F
TBE16-50/BASE TBE16 50 98 11,5 150 58 88 16 6,5 11 6,5 0,47 83,12 F
TBE16-100/BASE TBE16 100 98 11,5 200 58 88 16 6,5 11 6,5 0,62 91,70 F
TBE16-150/BASE TBE16 150 98 11,5 250 58 88 16 6,5 11 6,5 0,77 100,15 F
TBE16-200/BASE TBE16 200 98 11,5 300 58 88 16 6,5 11 6,5 0,92 108,55 F
Dimensions in mm

C

LB
E1

E0

HB

F
ruler

4xØD1
counter bored ØD2

depth P2
DISCOUNTS

Qty 1+ 2+ 3+
Disc. List -10% On request

Cross tables assemblySimple assembly

Ruler with 

graduation
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ØM ØM

ØD

F@20°F@20°

P P

L

DISCOUNTS
Qty 1+ 2+ 4+ 8+

Disc. List -15% -20% On request

Shaft for linear guides 
Hardened ground steelZA-m/m

Dimensions en mm

ØD Length Weight Price
Part number (h6) L(mm) F ØM P (kg) each
Z12-100A-M5/M5 12 100 1,8 M5 10 0,089 33,42 F
Z12-200A-M5/M5 12 200 1,8 M5 10 0,178 38,66 F
Z12-300A-M5/M5 12 300 1,8 M5 10 0,267 43,90 F
Z12-400A-M5/M5 12 400 1,8 M5 10 0,356 49,12 F
Z12-500A-M5/M5 12 500 1,8 M5 10 0,445 54,36 F
Z12-600A-M5/M5 12 600 1,8 M5 10 0,534 59,57 F
Z16-100A-M6/M6 16 100 2,0 M6 12 0,157 39,87 F
Z16-200A-M6/M6 16 200 2,0 M6 12 0,314 46,42 F
Z16-300A-M6/M6 16 300 2,0 M6 12 0,471 52,96 F
Z16-400A-M6/M6 16 400 2,0 M6 12 0,628 59,51 F
Z16-500A-M6/M6 16 500 2,0 M6 12 0,785 66,08 F
Z16-600A-M6/M6 16 600 2,0 M6 12 0,942 72,63 F
Z16-700A-M6/M6 16 700 2,0 M6 12 1,099 79,17 F
Z16-800A-M6/M6 16 800 2,0 M6 12 1,256 85,72 F
Z20-100A-M8/M8 20 100 2,2 M8 16 0,245 42,06 F
Z20-200A-M8/M8 20 200 2,2 M8 16 0,490 49,57 F
Z20-300A-M8/M8 20 300 2,2 M8 16 0,735 57,05 F
Z20-400A-M8/M8 20 400 2,2 M8 16 0,980 64,57 F
Z20-500A-M8/M8 20 500 2,2 M8 16 1,225 72,05 F
Z20-600A-M8/M8 20 600 2,2 M8 16 1,470 79,54 F
Z20-700A-M8/M8 20 700 2,2 M8 16 1,715 87,05 F
Z20-800A-M8/M8 20 800 2,2 M8 16 1,960 94,54 F
Z20-900A-M8/M8 20 900 2,2 M8 16 2,205 102,05 F
Z20-1000A-M8/M8 20 1000 2,2 M8 16 2,450 109,56 F
Z25-100A-M10/M10 25 100 2,5 M10 20 0,383 51,93 F
Z25-200A-M10/M10 25 200 2,5 M10 20 0,766 60,87 F
Z25-300A-M10/M10 25 300 2,5 M10 20 1,149 69,84 F
Z25-400A-M10/M10 25 400 2,5 M10 20 1,532 78,81 F
Z25-500A-M10/M10 25 500 2,5 M10 20 1,915 87,78 F
Z25-600A-M10/M10 25 600 2,5 M10 20 2,298 96,72 F
Z25-700A-M10/M10 25 700 2,5 M10 20 2,681 105,69 F
Z25-800A-M10/M10 25 800 2,5 M10 20 3,064 114,62 F
Z25-900A-M10/M10 25 900 2,5 M10 20 3,447 123,59 F
Z25-1000A-M10/M10 25 1000 2,5 M10 20 3,830 132,56 F

-  Hardened and ground shaft for linear 
guidance with threaded holes

- Material:
     Hardened ground steel Ck55

Tapped 
holes
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Included 4 linear ball bearings BPQ

- Block bearings allowing the creation of a 
linear table with 2 guide shafts

- Supplid with 4 compact linear ball bearings
- Protected with wiper seals
- Working T°: from +5°C to +80°C
- Max speed: 2m/s
- Materials:
     Housing: anodised aluminium
     Ball bearing: plastic housing, NBR wipers

Quadro linear ball bearing unit

Dimensions in mm

DISCOUNTS
Qty 1+ 2+ 4+

Disc. List -5% On request

F* C* M*
Part number (daN) (Nm) (Nm)
BPQ12-4 17 / 10 8 / 5 16 / 10
BPQ16-4 34 / 20 17 / 11 32 / 19 
BPQ20-4 64 / 40 29 / 18 55 / 34 
BPQ25-4 125 / 80 52 / 30 90 / 60 

For shaft Weight
Part number ØA B ØD1 ØD2 ØD3 ØD4 E H N P2 U (kg) Price each
BPQ12-4 Ø12 85 M6 10,2 M4 19 73 32 2 7 46 0,53 173,09 F
BPQ16-4 Ø16 98 M6 10,2 M5 31 88 36 2 7 56 0,75 187,51 F
BPQ20-4 Ø20 130 M8 13,5 M5 31 115 46 2 8 72 1,75 238,84 F
BPQ25-4 Ø25 160 M10 17,0 M6 45 140 56 4 11 88 3,20 317,65 F

*load: max values, static / dynamic

B

E
ØA

NØD3

ØD4

HM
F C

H/2

U±0,01

4xØD1

ØD2

P2

B
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E
F

G
H

N

ØAK

J

ØB ØC ØD

Plastic bevel gear 
Nylon MC901Ratio

1:1

DISCOUNTS
Qty 1+ 6+ 10+

Disc. List -12% On request

- Module 1 to 2.5 
- Pressure angle 20°
- Teeth: Gleason
- M aterial :  

Nylon MC901
-  Two gears required  

to make a pair

 Info..
- Plastic gears are susceptible to 
the effects of temperature and 
moisture. Dimensional changes 
may occur while performing 
secondary operations and during 
post-machining operations.

Dimensions in mm

Teeth Weight Price each
Part number Module Z ØA ØB ØC ØD E F G H N J K (g) 1 to 5
ZB1-20-RA

1
20 6 16 20 21,41 20 13,95 10,71 8 12 5 9,86 2,77 39,44 F

ZB1-25-RA 25 6 20 25 26,41 23 15,16 11,21 8 14 6 15,03 5,13 47,77 F
ZB1-30-RA 30 8 24 30 31,41 28 17,71 13,71 10 16 6 19,03 8,44 59,53 F
ZB1.25-20-RA 1,25 20 8 22 25 26,77 23 15,27 11,38 9 13 6 13,03 5,31 45,96 F
ZB1.25-25-RA 25 8 25 31,25 33,02 28 17,88 13,26 9,25 16 7 18,70 9,27 53,85 F
ZB1.5-20-RA

1,5
20 8 26 30 32,12 30 21,24 16,06 13 19 8 15,37 11,0 51,34 F

ZB1.5-25-RA 25 8 30 37,5 39,62 34 22,25 16,31 11,5 19 9 19,54 17,0 61,91 F
ZB1.5-30-RA 30 10 36 45 47,12 43 28,24 21,56 16 25 10 25,72 30,9 82,90 F
ZB2-20-RA

2
20 10 34 40 42,83 37 24,89 18,41 14 22 10 21,72 22,5 63,71 F

ZB2-25-RA 25 10 40 50 52,83 40 24,33 16,41 10 20 12 26,06 32,7 80,61 F
ZB2-30-RA 30 12 45 60 62,83 50 29,43 21,41 12,5 25 12 36,06 54,5 107,96 F
ZB2.5-20-RA

2,5
20 12 42 50 53,54 48 32,54 24,77 19 29 12 28,06 45,9 85,83 F

ZB2.5-25-RA 25 14 50 62,5 66,04 50 30,41 20,52 12,5 26 15 34,57 63,9 110,20 F
ZB2.5-30-RA 30 16 60 75 78,54 62 36,28 26,27 17 32 15 47,57 113 152,16 F
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E
F

G
H

N

ØAK

J

ØB ØC ØD

 Stainless steel bevel gear
Stainless steel 303 Ratio

1:1

Dimensions in mm

- Module 1 to 2.5 
- Pressure angle 20°
- Teeth: Gleason
- Precision JIS B 1704 : 1978 grade 3
- Material :  
Stainless steel 303
- Gear hardness < 187HB
-  Two gears required  

to make a pair
stainless 

steel

DISCOUNTS
Qty 1+ 6+ 10+

Disc. List -12% On request
Teeth ØA Weight Price each

Part number Module Z H7 ØB ØC ØD E F G H N J K (g) 1 to 5
SSB1-20-RA

1
20 6 16 20 21,41 20 13,95 10,71 8 12 5 9,86 0,019 68,79 F

SSB1-25-RA 25 6 20 25 26,41 23 15,16 11,21 8 14 6 15,03 0,035 75,83 F
SSB1-30-RA 30 8 24 30 31,41 28 17,71 13,71 10 16 6 19,03 0,057 92,92 F
SSB1.5-20-RA

1,5
20 8 26 30 32,12 30 21,24 16,06 13 19 8 15,37 0,074 87,47 F

SSB1.5-25-RA 25 10 30 37,5 39,62 34 22,25 16,31 11,5 19 9 19,54 0,11 109,37 F
SSB1.5-30-RA 30 10 36 45 47,12 43 28,24 21,56 16 25 10 25,72 0,21 165,07 F
SSB2-20-RA

2
20 12 34 40 42,83 37 24,89 18,41 14 22 10 21,72 0,15 127,47 F

SSB2-25-RA 25 12 45 50 52,83 40 24,33 16,41 12,5 20 12 26,06 0,24 158,74 F
SSB2-30-RA 30 12 45 60 62,83 50 29,43 21,41 12,5 25 12 36,06 0,37 238,00 F
SSB2.5-20-RA 2,5 20 14 42 50 53,54 48 32,54 24,77 19 29 12 28,06 0,30 181,06 F
SSB2.5-25-RA 25 16 55 62,5 66,04 50 30,41 20,52 15 26 15 34,57 0,46 234,63 F
SSB2.5-30-RA 30 16 60 75 78,54 62 36,28 26,27 17 32 15 47,57 0,76 364,89 F
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DISCOUNTS
Qty 1+ 6+ 10+

Disc. List -12% On request

- Module 1 to 2.5
- Pressure angle 20°
- Teeth: Gleason
- M aterial :  

Nylon MC901
-  Two gears required  

to make a pair

 Info..
- Plastic gears are susceptible to the 
effects of temperature and moisture. 
Dimensional changes may occur while 
performing secondary operations and 
during post-machining operations.

Plastic bevel gear 
Ratio
1,5:1 - 2:1 - 3:1

Nylon MC901

Dimensions in mm

Teeth Weight Price each
Part number Module Z ØA ØB ØC ØD E F G H N J K (g) 1 to 5
Ratio 1,5:1
ZHB1.5-20-RA 1,5 20 8 25 30 33,13 33 18,63 11,54 8,83 17 9 17,05 0,009 50,85 F
ZHB1.5-30-RA 30 10 30 45 46,24 28 18,53 13,93 8,00 16 9 27,37 0,018 69,57 F
ZHB2-20-RA 2 20 10 35 40 44,18 45 25,06 16,39 13,33 22 11 21,34 0,024 66,32 F
ZHB2-30-RA 30 10 35 60 61,65 40 26,87 21,24 15,00 23 11 37,56 0,039 102,09 F
ZHB2.5-20-RA 2,5 20 12 40 50 55,22 55 31,06 19,24 14,16 28 15 27,42 0,042 90,36 F
ZHB2.5-30-RA 30 15 45 75 77,07 50 34,22 26,55 18,00 30 15 45,61 0,081 140,48 F
Ratio 2:1
ZDB1-20-RA 1 20 6 16 20 22,41 28 13,78 8,60 7,00 12 6 9,17 0,003 42,90 F
ZDB1-40-RA 40 8 25 40 40,59 22 15,07 12,59 8,00 12 6 26,58 0,010 71,86 F
ZDB1.25-20-RA 1,25 20 8 22 25 28,01 36 18,66 11,75 10,25 17 8 13,22 0,007 49,49 F
ZDB1.25-40-RA 40 10 32 50 50,73 27 18,54 15,23 10,00 16 8 33,61 0,021 87,44 F
ZDB1.5-20-RA 1,5 20 8 25 30 33,61 46 25,54 16,90 14,75 24 10 17,28 0,013 57,10 F
ZDB1.5-40-RA 40 10 38 60 60,88 35 25,01 20,88 15,00 22 10 39,64 0,039 104,38 F
ZDB2-20-RA 2 20 12 32 40 44,81 60 34,16 21,20 18,00 32 15 20,92 0,028 70,16 F
ZDB2-40-RA 40 12 40 80 81,17 45 32,37 26,17 18,00 27 15 48,46 0,076 154,45 F
ZDB2.5-20-RA 2,5 20 12 40 50 56,01 75 43,78 26,50 22,50 41 20 24,56 0,060 102,41 F
ZDB2.5-40-RA 40 15 50 100 101,47 55 39,73 31,47 20,00 35 20 60,28 0,160 230,67 F
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Plastic bevel gear 
Nylon MC901 Ratio

1,5:1- 2:1 - 3:1
E

F
G

H

N

ØAK

J

ØB ØC ØD

K

H
G

F
E

N

ØA

J

ØB
ØC
ØD

Dimensions in mm

DISCOUNTS
Qty 1+ 6+ 10+

Disc. List -12% On request
Teeth Weight Price each

Part number Module Z ØA ØB ØC ØD E F G H N J K (g) 1 to 5
Ratio 3:1
ZTB1.5-15-RA 1,5 15 8 18 22,5 26,54 47 23,19 13,92 12,50 22,5 10 14,75 0,006 52,39 F
ZTB1.5-45-RA 45 10 40 67,5 68,06 28 20,44 17,59 11,00 17 10 46,58 0,040 106,95 F
ZTB2-15-RA 2 15 10 24 30 35,35 60 29,80 15,89 14,00 29 15 19,13 0,014 64,90 F
ZTB2-45-RA 45 12 60 90 90,75 40 30,40 26,12 17,00 26 15 59,04 0,120 175,93 F
ZTB2.5-15-RA 2,5 15 12 30 37,5 44,18 75 38,41 19,86 17,50 37 20 20,51 0,028 75,44 F
ZTB2.5-45-RA 45 15 60 112,5 113,43 50 38,35 32,65 22,00 35 20 72,84 0,200 263,69 F
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- Module 1 to 2.5 
- Pressure angle 20°
- Teeth: Gleason
- Precision JIS B 1704 : 1978 grade 3
- Ma terial :  

Stainless steel 303
- Gear hardness < 187HB
-  Two gears required  

to make a pair

 Stainless steel bevel gear
Ratio
1,5:1 - 2:1 - 3:1

Stainless steel 303

Dimensions in mm

stainless 

steel

DISCOUNTS
Qty 1+ 6+ 10+

Disc. List -12% On request
Teeth ØA Weight Price each

Part number Module Z H7 ØB ØC ØD E F G H N J K (g) 1 to 5
Ratio 1,5:1
SSHB1.5-20-RA 1,5 20 8 25 30 33,13 33 18,63 11,54 8,83 17 9 17,05 0,063 94,63 F
SSHB1.5-30-RA 30 10 30 45 46,24 28 18,53 13,93 8 16 9 27,37 0,120 145,73 F
SSHB2-20-RA 2 20 10 35 40 44,18 45 25,06 16,39 13,33 22 11 21,34 0,160 141,29 F
SSHB2-30-RA 30 10 35 60 61,65 40 26,87 21,24 15 23 11 37,56 0,260 222,53 F
SSHB2.5-20-RA 2,5 20 12 40 50 55,22 55 31,06 19,24 14,16 28 15 27,42 0,280 202,69 F
SSHB2.5-30-RA 30 15 45 75 77,07 50 34,22 26,55 18 30 15 45,61 0,540 344,54 F
Ratio 2:1
SSDB1.5-20-RA 1,5 20 8 25 30 33,61 46 25,54 16,9 14,75 24 10 17,28 0,088 101,02 F
SSDB1.5-40-RA 40 10 38 60 60,88 35 25,01 20,88 15 22 10 39,64 0,270 226,69 F
SSDB2-20-RA 2 20 12 32 40 44,81 60 34,16 21,2 18 32 15 20,92 0,190 159,12 F
SSDB2-40-RA 40 12 50 80 81,17 45 32,37 26,17 18 27 15 48,46 0,610 368,99 F
SSDB2.5-20-RA 2,5 20 12 40 50 56,01 75 43,78 26,5 22,5 41 20 24,56 0,400 247,27 F
SSDB2.5-40-RA 40 15 60 100 101,46 55 39,73 31,46 20 35 20 60,28 1,210 623,10 F
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 Stainless steel bevel gear
Stainless steel 303 Ratio

1,5:1 - 2:1 - 3:1

Dimensions in mm

E
F

G
H

N

ØAK

J

ØB ØCØD

K

H G F
E

N

ØA

J

ØB
ØC
ØD

DISCOUNTS
Qty 1+ 6+ 10+

Disc. List -12% On request
Teeth ØA Weight Price each

Part number Module Z H7 ØB ØC ØD E F G H N J K (g) 1 to 5
Ratio 3:1
SSTB1.5-15-RA 1.5 15 8 18 22,5 26,54 47 23,19 13,92 12,5 22,5 10 14,75 0,041 75,45 F
SSTB1.5-45-RA 45 10 36 67,5 68,06 28 20,44 17,59 11 17 10 46,58 0,250 246,54 F
SSTB2-15-RA 2 15 10 24 30 35,35 60 29,8 15,89 14 29 15 19,13 0,095 109,35 F
SSTB2-45-RA 45 12 60 90 90,75 40 30,4 26,12 17 26 15 59,04 0,800 431,07 F
SSTB2.5-15-RA 2.5 15 12 30 37,5 44,18 75 38,41 19,86 17,5 37 20 20,51 0,190 155,00 F
SSTB2.5-45-RA 45 15 60 112,5 113,43 50 38,35 32,65 22 35 20 72,84 1,360 718,08 F
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-  Spur gear with JIS grade 
8teeth (JISB1702-1:1998)

- Pressure angle 20°
- M aterial: 

Brass CuZn39Pb3 (C6304)

.Info.
- *Torque (bending strength)

G
E F

J

ØA

ØT

ØM ØP ØD

Dimensions in mm

Teeth ØA Torque* Weight Price each
Part number Z ØP ØD ØM (H7) E F G ØT J (Nm) (kg) 1 to 5
GB0.5-15-RA03T 15 7,5 8,5 8,5 3 3 11 14 M3 2,5 0,058 0,005 27,17 F
GB0.5-16-RA03T 16 8,0 9,0 9,0 3 3 11 14 M3 2,5 0,065 0,006 27,17 F
GB0.5-20-RA04 20 10,0 11,0 8,5 4 3 7 10 - - 0,091 0,004 27,70 F
GB0.5-20-RA03T 20 10,0 11,0 11,0 3 3 11 14 M3 2,5 0,091 0,010 31,54 F
GB0.5-22-RA03T 22 11,0 12,0 9,0 3 3 7 10 M3 3,5 0,10 0,005 33,59 F
GB0.5-24-RA04T 24 12,0 13,0 10,0 4 3 7 10 M3 3,5 0,12 0,006 35,23 F
GB0.5-25-RA04 25 12,5 13,5 11,0 4 3 7 10 - - 0,12 0,008 35,23 F
GB0.5-30-RA04 30 15,0 16,0 13,0 4 3 7 10 - - 0,16 0,011 35,99 F
GB0.5-30-RA03T 30 15,0 16,0 12,0 3 3 7 10 M3 3,5 0,16 0,010 39,52 F
GB0.5-30-RA04T 30 15,0 16,0 12,0 4 3 7 10 M3 3,5 0,16 0,010 39,52 F
GB0.5-30-RA05T 30 15,0 16,0 12,0 5 3 7 10 M4 3,5 0,16 0,009 39,52 F
GB0.5-38-RA04T 38 19,0 20,0 16,0 4 3 7 10 M3 3,5 0,22 0,018 40,98 F
GB0.5-40-RA04 40 20,0 21,0 17,0 4 3 7 10 - - 0,23 0,020 41,08 F
GB0.5-50-RA04T 50 25,0 26,0 22,0 4 3 7 10 M3 3,5 0,31 0,033 45,31 F

DISCOUNTS
Qty 1+ 6+ 10+

Disc. Price -12% On request

Brass spur gear
Brass CuZn39Pb3Module

0,5
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-  Spur gear with JIS grade 8teeth (JISB1702-1:1998)
- Pressure angle 20°
- M aterial: 

Brass CuZn39Pb3 (C6304)

.Info.
- *Torque (bending strength)

G
E F

J

ØA

ØT

ØM ØP ØD

Dimensions in mm

Teeth ØA Torque* Weight Price each
Part number Z ØP ØD ØM (H7) E F G ØT J (Nm) (kg) 1 to 5
GB0.8-15-RA04T 15 12,0 13,6 9,0 4 4 8 12 M3 4 0,20 0,007 20,32 F
GB0.8-16-RA04T 16 12,8 14,4 10,0 4 4 8 12 M3 4 0,22 0,008 21,27 F
GB0.8-20-RA05 20 16,0 17,6 13,5 5 4 8 12 - - 0,31 0,014 30,06 F
GB0.8-20-RA04T 20 16,0 17,6 12,0 4 4 8 12 M3 4 0,31 0,013 25,25 F
GB0.8-24-RA05T 24 19,2 20,8 16,0 5 4 8 12 M4 4 0,40 0,021 37,37 F
GB0.8-25-RA05 25 20,0 21,6 17,0 5 4 8 12 - - 0,43 0,024 37,01 F
GB0.8-30-RA04T 30 24,0 25,6 20,0 4 4 8 12 M3 4 0,55 0,035 44,90 F
GB0.8-30-RA05 30 24,0 25,6 20,0 5 4 8 12 - - 0,55 0,034 42,96 F
GB0.8-40-RA05 40 32,0 33,6 20,0 5 4 8 12 - - 0,79 0,046 54,62 F

Brass spur gear
Brass CuZn39Pb3 Module

0,8

DISCOUNTS
Qty 1+ 6+ 10+

Disc. Price -12% On request
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-  Spur gear with JIS grade 
8teeth (JISB1702-1:1998)

- Pressure angle 20°
- M aterial: 

Brass CuZn39Pb3 (C6304)

.Info.
- *Torque (bending strength)

G
E F

J

ØA

ØT

ØM ØP ØD

Dimensions in mm

Teeth ØA Torque* Weight Price each
Part number Z ØP ØD ØM (H7) E F G ØT J (Nm) (kg) 1 to 5
GB1-16-RA05T 16 16 18 12 5 6 8 14 M4 4 0,52 0,015 42,91 F
GB1-18-RA06T 18 18 20 15 6 6 8 14 M4 4 0,62 0,021 44,31 F
GB1-20-RA06T 20 20 22 16 6 6 8 14 M4 4 0,73 0,026 46,05 F
GB1-22-RA06T 22 22 24 18 6 6 8 14 M4 4 0,83 0,033 29,91 F
GB1-24-RA06T 24 24 26 20 6 6 8 14 M4 4 0,94 0,040 30,45 F
GB1-30-RA06T 30 30 32 25 6 6 8 14 M4 4 1,28 0,065 62,40 F
GB1-40-RA06T 40 40 42 28 6 6 8 14 M4 4 1,86 0,100 90,96 F

NEW !

Brass spur gear
Brass CuZn39Pb3Module

1,0

DISCOUNTS
Qty 1+ 6+ 10+

Disc. Price -12% On request
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Sealing brush strip
Straight rigid support 1 metre STRIP

1m
-  Provides a seal for the bottoms of 

doors, gates or roller shutters
-  Prevents rodent entry
- M aterials: 

Frame: anodised aluminium 
Brush: black polypropylene fibres 
with anti-UV treatment

.Option.
-  Can be modified to order 

(subject to min quantity)

H

FH

C

E
B

Aluminium 

strip

Can be modified 

to order

DISCOUNTS
Qty 1+ 6+ 25+ 50+

Disc. List -10% -15% On request

*Depending on availability - Dimensions in mm

Length Price each
Part number (mm) FH H B C E 1 to 5
STRIP3-15-1000 1000 15 15 6,2 6,5 1,2 4 13,91 F
STRIP3-20-1000 1000 20 15 6,2 6,5 1,2 4 14,98 F
STRIP3-25-1000 1000 25 15 6,2 6,5 1,2 - 16,36 F
STRIP5-25-1000 1000 25 25 8 8 1,2 4 16,94 F
STRIP5-30-1000 1000 30 25 8 8 1,2 4 17,53 F
STRIP5-40-1000 1000 40 25 8 8 1,2 - 20,66 F
STRIP5-50-1000 1000 50 25 8 8 1,2 - 21,94 F
STRIP8-40-1000 1000 40 50 13 13 2 4 26,61 F
STRIP8-60-1000 1000 60 50 13 13 2 4 32,75 F
STRIP8-80-1000 1000 80 50 13 13 2 4 37,08 F
STRIP8-120-1000 1000 120 50 13 13 2 - 68,90 F
STRIP8-150-1000 1000 150 50 13 13 2 4 79,60 F

New    

New    
New    

New    
New    

Stock*
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Modular cylindrical brush

Low bristle density Medium bristle density High bristle density

.Info..
These perforated roller brushes are suitable for many applications such as washing, conveying, 
dusting or transport.
Each brush is 100mm long, longer lengths can be achieved by mounting several brushes on the 
same shaft. Teeth on the end of each brush ensure a quick and firm fitting. A driving collar is 
required at each end to hold the brushes in place and to ensure correct rotation.

.Bristles.
Different applications will require different combinations of bristle material and length. PBT 
polyester bristles are available in 2 different lengths for washing and transport applications, 
horsehair or Tampico is more suitable for dusting.

.Density.
Each brush is available with different bristle densities; low, medium or high (see photos).

Introduction
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Modular cylindrical brush  Tampico bristles
For dusting applications BCMtp

-  Suitable for dusting removal
-   Brushes can be attached together to form 
  longer brushes
-   Materials:

Bristles: tampico
Body: polypropylene
Stitching wire: stainless steel 316L

- Bristle height 50 mm

.Advantages.
- Antistatic
-  Tampico can be used in wet environments
- Very high abrasion resistance
- Very good sweeping power

.Accessory.
- Driving collar BCM-T (tome  p.191)

External Body Bore
Bristle

No. of 
No. of

Part number

ØD
ØC

ØA
density

teeth
rows

Stock* Price each

BCM30-130M/TP
130

30
12

medium
1

8
4

55,70 F

BCM58-155M/TP
155

58
20

medium
2

24
-

45,91 F

BCM78-180M/TP
180

78
30

medium
2

32
-

52,25 F

BCM108-210M/TP
210

108
40

medium
2

40
-

62,89 F

DISCOUNTS
Qty

1+
2+

5+

Disc. List -5%
On request*Depending on avaibility - Dimensions in mm

new driving  

profile

Length
106

ØD
ØC

ØA6 6
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Modular cylindrical brush PBT polyester bristles
For transport applicationsBCMpbt

*Depending on avaibility - Dimensions in mm

External Body Bore Bristle No. of No. of
Part number ØD ØC ØA density teeth rows Stock* Price each
BCM30-60H/PBT 60 30 12 high 1 16 4 63,62 F
BCM58-85H/PBT 85 58 20 high 2 32 - 56,79 F
BCM78-110H/PBT 110 78 30 high 2 48 - 69,27 F
BCM108-140H/PBT 140 108 40 high 2 56 - 81,08 F

- Suitable for moving products
-   Brushes can be attached together  

to form longer brushes
-   Materials:

Bristles: blue PBT polyester
Body: polypropylene
Stitching wire: stainless steel 316L

-   Bristle diameter 0.35 mm
-   Bristle height 15 mm

.Advantages.
-   Does not collect moisture
- Bristles resist up to 120°C
- Recommended for use in food industries

.Accessory.
- Driving collar  BCM-T (tome  p.191)

DISCOUNTS
Qty 1+ 2+ 5+

Disc. List -5% On request

new driving 

 profile

Length
106

ØD
ØC

ØA6 6

Food industry 
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Modular cylindrical brush  PBT polyester bristles
For washing applications BCMpbt

-  Suitable for washing products
-   Brushes can be attached together to form 
  longer brushes
- Materials:

Bristles: blue PBT polyester
Body: polypropylene
Stitching wire: stainless steel 316L

-   Bristle diameter 0.50 mm
-   Bristle height 50 mm

.Advantages.
- Does not collect moisture
- Bristles resist up to 120°C
- Recommended for use in food industries

.Accessory.
- Driving collar BCM-T (tome  p.191)

*Depending on avaibility - Dimensions in mm

External Body Bore Bristle No. of No. of
Part number ØD ØC ØA density teeth rows Stock* Price each
BCM30-130M/PBT 130 30 12 medium 1 16 4 55,70 F
BCM58-155M/PBT 155 58 20 medium 2 24 - 45,91 F
BCM58-155B/PBT 155 58 20 low 2 16 - 39,44 F
BCM78-180M/PBT 180 78 30 medium 2 32 - 52,25 F
BCM78-180B/PBT 180 78 30 low 2 24 - 45,05 F
BCM108-210M/PBT 210 108 40 medium 2 40 - 62,89 F
BCM108-210H/PBT 210 108 40 low 2 32 - 54,98 F

Food industry 

DISCOUNTS
Qty 1+ 2+ 5+

Disc. List -5% On request

new driving 

profile

Length
106

ØD
ØC

ØA6 6
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*Depending on avaibility - Dimensions in mm

Modular cylindrical brush  Horsehair bristles
For dusting applicationsBCMcc

External Body Bore Bristle No. of No. of
Part number ØD ØC ØA density teeth rows Stock* Price each
BCM30-130M/CC 130 30 12 medium 1 8 - 68,94 F
BCM58-155M/CC 155 58 20 medium 2 24 - 71,96 F
BCM78-180M/CC 180 78 30 medium 2 32 - 87,07 F
BCM108-210M/CC 210 108 40 medium 2 40 - 106,36 F

- Suitable for dusting removal
-   Brushes can be attached together to form 
  longer brushes
- Materials:

Bristles: horsehair
Body: polypropylene
Stitching wire: stainless  
steel 316L

-  Antistatic
- Bristle height 50 mm

.Advantages.
-   Horsehair is less responsive,  

less rigid, and less abrasive  
than Tampico

-  Recommended for use in for  
dry environments

.Accessory.
- Driving collar BCM-T (tome  p.191)

Use in dry  
environments

DISCOUNTS
Qty 1+ 2+ 5+

Disc. List -5% On request

new driving 

profile

Length
106

ØD
ØC

ØA6 6
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Driving collar
Driving collar for BCM  

cylindrical brush
BCMt

- �� Driver for BCM cylindrical 
brush

- Materials:
Glass fiber reinforced 
polypropylene (PP) 

.Usage.
-  Required for holding brushes in 

place and to ensure rotation

.How to choose.
-  Brush and collar should have 

identical body and bore 
diameters irrespective of bristle 
density. 
Two collars required per 
application.

*Depending on avaibility - Dimensions in mm

Body Bore E Bristle No. of 
Part number ØC ØA ØM density teeth Stock* Price each

high
BCM30-T 30 12 M6 18,5 medium 1 4 36,21 F

low
high

BCM58-T 58 20 M6 18,5 medium 2 - 27,78 F
low
high

BCM78-T 78 30 M6 18,5 medium 2 - 28,21 F
low
high

BCM108-T 108 40 M8 25 medium 2 - 31,66 F
low

DISCOUNTS
Qty 1+ 2+ 5+

Disc. List -5% On request

new driving 

profile

3 ØM @ 120°

E

ØA
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Pull handle
ThermoplasticPCA

F

E
B
A

ØD
H

C

Gripping handle for both pushing and 
pulling
- Rear mounting
- Working T° -30°C to +130°C
- Materials:
     Thermoplastic PA6 glass fiber reinforced
     Brass inserts with tapped blind hole

.Advantages.
- Very strong
-  110mm and 120mm centres correspond to 

German standards
- No product retention

Weight Price each
Part number B A E F C H ØD (g) 1 to 5
PCA93-M5 93,5±0,5 111 23 36 29 9 M5 41 5,36 F
PCA93-M6 93,5±0,5 111 23 36 29 9 M6 42 5,36 F
PCA105-M5 105±0,5 121 26 37 29 9 M5 46 5,73 F
PCA105-M6 105±0,5 121 26 37 29 9 M6 48 5,73 F
PCA110-M5 110±0,5 133 26 40 32 9 M5 58 6,24 F
PCA110-M6 110±0,5 133 26 40 32 9 M6 60 6,24 F
PCA117-M5 117±1 133 26 40 32 9 M5 57 6,45 F
PCA117-M6 117±1 133 26 40 32 9 M6 59 6,45 F
PCA117-M8 117±1 133 26 40 32 9 M8 61 6,45 F
PCA120-M8 120±1 137 26 40 32,5 9 M8 58 6,54 F
PCA132-M8 132±1 150 26 45 37 9 M8 68 7,45 F
PCA150-M8 150±1 169 27 45 37 9 M8 76 8,33 F
PCA179-M8 179±1 200 28 51 42 9 M8 101 9,51 F
PCA179-M10 179±1 200 28 51 42 13 M10 101 9,54 F

DISCOUNTS
Qty 1+ 6+ 20+ 50+ 100+ 250+

Disc. List -5% -10% -15% -20% On request

Dimensions in mm

New centers
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Gripping handle for both pushing 
and pulling
- Blind handle, without finger hole
- Fixing with screws (not supplied)
- Working T°: -20°C to +110°C
- Material:
      Glass fiber reinforced black 

thermoplastic PP
     Orange cap RAL2004

 Advantages.
-  The shape of the handle prevents the 

complete passage of the fingers and 
thus protects them from a shearing 
effect

Thermoplastic PSEC

Weight Price each
Part number B A E F C H ØD (g) 1 to 5
PSEC110-6 110+/-1 128 25 44 24 85 6,5 62 6,30 F

Dimensions in mm

Security pull hand

DISCOUNG
Qty 1+ 6+ 20+ 50+ 100+ 250+

Disc. List -5% -10% -15% -20% On request

ØD

C

H
B
A

E

F

Prevents pinching

Protect the 
fingers
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Square decorative screwed hinges
Polyamide carbon fibre reinforcedCHAE PAC

- Square screwed hinge
- Max opening angle 270°
- To be fastened with M8 countersunk 
screws to DIN7991

- Materials
      Polyamide 6.6 reinforced 30% carbon 

fibre
     Pin 303 stainless steel
- Cycling test: hinge is functional after 
10.000 cycles (open/close) for a 80 kg 
door (dimension 1500 (H) x 750 (W) mm

.Advantages.
- Aesthetic design
- Stronger and lighter than an equivalent 
glass fibre polyamide hinge

- Good corrosion resistance (alternative to 
stainless steel hinges)

Dimensions in mm

Weight Price each
Part number A B C ØD E (g) 1 to 5
CHAE8080/PAC 80 80 7,8 7 8,3 68 10,59 F

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -5% -10% On request

glass fibre 

reinforced

ØD
C

E

B

A 55

Ø8.5@90°

50



59
Vente à distance de composants mécaniques

www.ctmeca.comTel. +(39) 011 760 95 05

 Stainless steel compact spring hinge
CHAR CAV

Dimensions in mm

Weight Price each
Part number  A    B C ØD Type (g) 1 to 5
CHAR8555/CAV 85 55 2 5 opening 107 23,56 F
CHAR8555-F/CAV 85 55 2 5 closing 107 23,56 F

Very easy to install

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -5% -10% On request

A
83
48 18,5

B
19

17,5
3,1

17

C

9,5

ØD

2
C

6,2

CHAR8555/CAV CHAR8555-F/CAV

Remove stopper 
after assembly

-  Spring-loaded hinges with stopper to lock 
the hinges in the open position for easy 
assembly

- 270° opening angle
- Material

304 stainless steel, stainless steel spring
- Spring torque

Opening spring:
M(0°): 1.6 Nm
M(90°): 1.2 Nm
M(180°): 0.84 Nm
Closing spring:
M(0°): 0.75 Nm 
M(90°): 1.2 Nm
M(180°): 1.65 Nm

.Info.
-  Spring hinge opens or closes delivered flat

Stopper 

for easy 

assembly
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Dimensions in mm

Hinge with stop
Stainless steelCHAB

- Hinge for hatch opening
-  Its integrated stop avoids the need to add 

an external stop or a safety bracket
- Materials :
     316 stainless steel

.Advantages.
-  Ideal for horizontal use. When it reaches 

its stop, the hatch is held open under its 
own weight

Weight Price each
 Part Number A B C D E F G S (g)  1 to 5
CHAB50-50/SS 50 50 2,5 6 5,5 34 34 5,5 70 20,79 F

DISCOUNT
Qty 1+ 6+ 20+ 50+

Disc. List -10% -20% On request

S@90°B

F

A G

D

12
0°

E C

Integrated 

stop

NEW !

Stainless

steel
Typical application

M
AX

ST
OP

120°
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- Concealed hinges (Medium size)
- 125° opening
- Material:
     Steel zinc plated or 316L stainless steel raw
     Links in aluminium
     Pin in zinc plated steel or in 304Cu stainless steel  

.Advantage.
- Invisible when the door is closed

.Assembly.
- For nested doors or surface mounted doors
- LH or RH options
- For horizontal or vertical applications.
Opening angle differs according to door thickness:
- For thickness up to 10 mm: opening angle of 125°
- 15 mm thickness: opening angle of 115°
- 20 mm thickness: opening angle of 108°

For nested doors or surface mounted doors
Steel or stainless steel invisible hinge

CHINV

Weight Price each
Part number Material A B C (g) 1 to 5
CHINV-7755 Steel 77 55,2 54,0 250 18,56 F
CHINV-7755/SS Stainless steel 77 55,2 54,0 250 34,92 F

Dimensions in mm

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -5% -10% On request

Opening  

up to 125°

C

B

A
60

42
10
20

2,5 5,5

10,5

77
60
77

24

10

45
10,5

5,5
38

Opening  
up to 125°
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- Folding bracket
- Automatic locking when in the open position
- Opening sens to the top
- Unlocking lever
- Materials:
     Stainless steel 304 polished finish

 Advantage.
- Angle bracket with integrated hinge function

CPAS

Admissible Weight Price each
Part number A B C D E H F G load (kg) (g) 1 to 5
CPAS305-165H 307 165 29 98 156 67 38 45 150 515 4 155,46 F
CPAS200-116H 201 116 29 155  -  - 21 80 175 332 4 121,37 F

DISCOUNTS
QtY 1+ 6+ 20+

Disc. Net -5% On request

For heavy loads

up to 175 kg

Stainless steel folding bracket

*Depending on availability - Dimensions in mm

Stock*

28,5 C

25

Ø5

36,5 ED

A

H
F

G

20

B

Typical application

New    



63
Vente à distance de composants mécaniques

www.ctmeca.comTel. +(39) 011 760 95 05

-  Springloaded bolt can be held in unlocked 
position

-  It is recommended to combine  
1 latch with 1 strike

- Materials:
      Body: aluminium 6060T5 clear anodised
      Shaft and handle: raw aluminium
     Cap: Black PE
     Spring: Stainless steel
      Strike: aluminium 5754 clear anodised

In aluminium
Latch with locking system

LRR37

Weight
Part number A B C Type  (g)
Springloaded bolt
LRR-37-2/ALU 60 36,5 34 2 58 27,74 F
LRR-37-1/ALU 60 36,5 34 1 58 27,74 F
Strike
LRR-37-GPV/ALU 25 37 19  - 11 4,91 F

Dimensions in mm

DISCOUNT
Qty 1+ 10+ 20+ 50+

Disc. List -3% -5% On request

Springloaded bolt Strike

Held unlocked

27
,5

C

Ø 14

2,5

A

B

8 Ø
 6

,2

6,25 12,50

LRR-37-GPV/ALU

Type 2
LRR-37-2/ALU

Type 1
LRR-37-1/ALU

Ø
 1

2,
9

Ø
 1

2,
9

27
,5B

8

10

10 4,5

(C)
9,5

2
Ø6,2(x2)

Ø10,2(x2)
40

A
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Ø12,5
10°

10
ØD1

TSR-ROND

ØD

H

A

B

A/F
Nut stainless steel
- UNI5589
- DIN936

TSR/TC

ØF

-  Threaded stem for swivel castor with 
central hole

- Material:
     Stem: Stainless steel 304
     Washer: Stainless steel 304

 Mounting.
-  Pass the ØF thread through the center 

hole of the castor plate and secure 
with a washer and a M12 lock nut (not 
supplied)

-  If necessary, the length A can be 
shortened by yourself.

-  The protection of the caster can be 
improved with the stainless steel 
protective washer TSR-ROND

 Accessories.
-  Swivel castor with central hole RPC/TC  

Tome  (p. 59), RBN/TC  (p. 67),  
RHT/TC  (p. 73) and RURT  (p. 70)

For swivel caster with central hole
Stem support for caster
TSRtc

Price each
Part number ØD ØF A B H A/F ØD1 1 to 9
Threaded stem
TSR16-150/TC/SS M16x2 M12x1,75 37 150 171 13 - 18,51 F
TSR16-200/TC/SS M16x2 M12x1,75 37 200 221 13 - 22,00 F
TSR20-150/TC/SS M20x2,5 M12x1,75 37 150 172 17 - 24,49 F
TSR20-200/TC/SS M20x2,5 M12x1,75 37 200 222 17 - 30,00 F
TSR24-150/TC/SS M24x3 M12x1,75 37 150 172 20 - 32,00 F
TSR24-200/TC/SS M24x3 M12x1,75 37 200 222 20 - 39,49 F
Protective washer
TSR-ROND12-60/SS - - - - - 60 14,70 F
TSR-ROND12-80/SS - - - - - 80 19,59 F

DISCOUNTS
Qty 1+ 10+ 30+

Disc. List -5% On request

Dimensions in mm

Example of assembly with protective washer
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