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gagnez du temps sur notre Site

risparmia tempo sul nostro sito 
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express
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 Téléchargez  
gratuitement  
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   Catalogues
     Fichiers 3D 

 Payez 
en toute sécurité

  Ordina più di  
190 000 componenti 
standard in stock 

 Preventivi/ordini express 
  Sconti e prezzi aggiornati
  Info su tempi di consegna e stock

Download gratuito  
    Schede tecniche 
   Cataloghi 
    File 3D 

Paga 
in tutta sicurezza

SEARCH

Save time by using our internet site
 Over 190 000 
standard parts in 
stock
 Express Quotes / orders
   Up to date discounts and 
prices

   Delivery times and stock 
availability

 Downloads free of charge  
    Technical documents 
   Catalogues
    3D files

 Secure 
payment online

www.ctmeca.com

www.hpceurope.com
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our team is at your service

 commande FACILE
  Conseils personnalisés de l’équipe commerciale et 
technique du lundi au vendredi, de 8h à 12h20 et de 13h40 
à 18h  +33(0)4 37 496 496.
   Fourniture à l’unité, petite et moyenne série de pièces : 
 Sur mesure selon plan / Hors catalogue.
  Règlement par virement bancaire, carte bancaire ou PayPal.

 livraison rapide
Livraison 24/48h* - Frais de port GRATUIT dès 100A 
d’achat*.
*Services soumis à conditions - Livraison en France métropolitaine

 ordine FACILE
  Consigli personalizzati del nostro team commerciale 
e tecnico dal lunedì al venerdì, dalle 8.30 alle 13.00 e dalle 
14.00 alle 17.30 allo +(39) 011.760.95.05
  Fornitura di componenti all’unità, piccole e medie serie:  
 / Su misura a disegno / Non standard.
  Pagamento con bonifico bancario, carta di credito o 
PayPal.

 Consegna
Spedizione GRATUITA a partire da 100A di acquisto*.
Articoli di lunghezza inferiore a un metro. Eccetto Sicilia, Sardegna e isole 
minori. *Servizi soggetti a condizioni.

 EASY to order
  Personalized advice offered by our sales and techni-
cal team from Monday to Friday 08:00 to 12:20 and 13:40 to 
18:00 - telephone +33(0)4 37 496 496.
  Parts supplied individually and in small and medium 
series : custom made according to plan / Non standard.
  Payment by bank transfer, credit card, PayPal.

 Rapid delivery
24/48h hour delivery* - free of charge for orders over 
100A*.
*Service subject to conditions - mainland France only

  informations 
pratiques

27 chemin des Peupliers 
Bât N
69570 Dardilly 
Lyon • France

 cial2@hpceurope.com  
 +33(0)4 37 496 496

Engrenages HPC SARL  
au capital de 76 224  SIRET : 
38291190700048 • Code APE 4669B   
Numéro de TVA : FR 41 382 911 907

  Informazioni 
pratiche

Ufficio di rappresentanza 
in Italia
C.so Vittorio Emanuele II N. 71
10128 Torino
Italia

 Info2@ctmeca.com 
  +(39) 011.760.95.05

Engrenages HPC SARL 
capital 76 224 Euros SIRET : 
38291190700048 • Code APE 4669B 
P.IVA : FR 41 382 911 907

  useful  
information 

27 chemin des Peupliers 
Bât N
69570 Dardilly 
Lyon • France

 cial2@hpceurope.com  
 +33(0)4 37 496 496

Engrenages HPC SARL  
au capital de 76 224  SIRET : 
38291190700048 • Code APE 4669B   
VAT Numbers : FR 41 382 911 907

notre équipe à votre service

Il nostro team al tuo servizio 
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Con maniglia a TBABtss

Alesaggio Resistenza
corrispondente doppio taglio Massa Prezzo unit.

Codice ØD1 L1 ØD2 ØD3 L2 L3 L4 L5 L6 H11 kN min. (g) da 1 a 5
BAB5-10/T/SS 5 10 5,5 11,8 6,0 31,6 24,1 45,2 12,7 5 14 19  30,07 F 

BAB5-15/T/SS 5 15 5,5 11,8 6,0 31,6 24,1 45,2 12,7 5 14 20  30,07 F 

BAB5-20/T/SS 5 20 5,5 11,8 6,0 31,6 24,1 45,2 12,7 5 14 20  30,07 F 

BAB5-25/T/SS 5 25 5,5 11,8 6,0 31,6 24,1 45,2 12,7 5 14 21  30,07 F 

BAB5-30/T/SS 5 30 5,5 11,8 6,0 31,6 24,1 45,2 12,7 5 14 22  32,22 F 

BAB6-10/T/SS 6 10 7,0 11,8 7,0 31,6 24,1 45,2 12,7 6 21 20  30,36 F 

BAB6-15/T/SS 6 15 7,0 11,8 7,0 31,6 24,1 45,2 12,7 6 21 21  30,36 F 

BAB6-20/T/SS 6 20 7,0 11,8 7,0 31,6 24,1 45,2 12,7 6 21 22  30,36 F 

BAB6-25/T/SS 6 25 7,0 11,8 7,0 31,6 24,1 45,2 12,7 6 21 23  30,36 F 

BAB6-30/T/SS 6 30 7,0 11,8 7,0 31,6 24,1 45,2 12,7 6 21 24  32,22 F 

Dimensioni in mm

- Autobloccante
- Materiali:

Asse: inox 303
Molla: inox
Maniglia: alluminio, nero RAL 9005
Pulsante: inox nero

- T° d’utilizzo: Da -30°C a +150°C

.Vantaggi.
-  Premere = sbloccare
-  Per fissare, fermare, regolare,  

cambiare e bloccare rapidamente
-  Sblocco semplice e rapido 

per assemblaggi ripetitivi
- Anti-corrosione
-  Altamente resistente, anti-usura,  

sopporta le sollecitazioni estreme
-  Possibilità di fissaggio con cavo di ritenzione CDR

.Info..
-   Resistenza a taglio  

secondo DIN 50141

.Opzione.
-   Perno a sfere 

inox 630 temprato (BABT) 
= Resistenza al doppio 
taglio torsione aumentata

.Accessori.
-  Cavo di ritenzione CDR 

(tome  p. 75)

inox 303

Materiale

più economico!

L6

L5

ØD2
ØD3ØD1

-0,04
-0,08

L1+0,6

L3

L4

L2+1

Perno autobloccante inox 303

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prezzo -5% Su richiesta
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BABtss

Alesaggio Resistenza
corrispondente doppio taglio Massa Prezzo unit.

Codice ØD1 L1 ØD2 ØD3 L2 L3 L4 L5 L6 H11 kN min. (g) da 1 a 5
BAB6-35/T/SS 6 35 7,0 11,8 7,0 31,6 24,1 45,2 12,7 6 21 25  32,22 F 

BAB6-40/T/SS 6 40 7,0 11,8 7,0 31,6 24,1 45,2 12,7 6 21 26  32,22 F 

BAB6-45/T/SS 6 45 7,0 11,8 7,0 31,6 24,1 45,2 12,7 6 21 27  32,22 F 

BAB6-50/T/SS 6 50 7,0 11,8 7,0 31,6 24,1 45,2 12,7 6 21 28  32,22 F 

BAB8-20/T/SS 8 20 9,5 14,7 8,2 35,8 26,9 51,5 15,8 8 38 37  33,12 F 

BAB8-25/T/SS 8 25 9,5 14,7 8,2 35,8 26,9 51,5 15,8 8 38 39  33,12 F 

BAB8-30/T/SS 8 30 9,5 14,7 8,2 35,8 26,9 51,5 15,8 8 38 41  35,32 F 

BAB8-35/T/SS 8 35 9,5 14,7 8,2 35,8 26,9 51,5 15,8 8 38 43  35,32 F 

BAB8-40/T/SS 8 40 9,5 14,7 8,2 35,8 26,9 51,5 15,8 8 38 44  35,32 F 

BAB8-45/T/SS 8 45 9,5 14,7 8,2 35,8 26,9 51,5 15,8 8 38 46  35,32 F 

BAB8-50/T/SS 8 50 9,5 14,7 8,2 35,8 26,9 51,5 15,8 8 38 48  35,32 F 

BAB10-20/T/SS 10 20 12,0 14,7 9,6 35,8 26,9 51,5 15,8 10 60 44  49,02 F 

BAB10-25/T/SS 10 25 12,0 14,7 9,6 35,8 26,9 51,5 15,8 10 60 47  49,02 F 

BAB10-30/T/SS 10 30 12,0 14,7 9,6 35,8 26,9 51,5 15,8 10 60 49  51,50 F 

BAB10-35/T/SS 10 35 12,0 14,7 9,6 35,8 26,9 51,5 15,8 10 60 52  51,50 F 

BAB10-40/T/SS 10 40 12,0 14,7 9,6 35,8 26,9 51,5 15,8 10 60 55  51,50 F 

BAB10-45/T/SS 10 45 12,0 14,7 9,6 35,8 26,9 51,5 15,8 10 60 58  51,50 F 

BAB10-50/T/SS 10 50 12,0 14,7 9,6 35,8 26,9 51,5 15,8 10 60 61  51,50 F 
BAB10-60/T/SS 10 60 12,0 14,7 9,6 35,8 26,9 51,5 15,8 10 60 67  54,09 F 

BAB12-25/T/SS 12 25 14,5 18,2 10,6 35,1 25,3 59,1 20,2 12 87 73  49,77 F 
BAB12-30/T/SS 12 30 14,5 18,2 10,6 35,1 25,3 59,1 20,2 12 87 77  52,41 F 

BAB12-35/T/SS 12 35 14,5 18,2 10,6 35,1 25,3 59,1 20,2 12 87 81  52,41 F 

BAB12-40/T/SS 12 40 14,5 18,2 10,6 35,1 25,3 59,1 20,2 12 87 86  52,41 F 

BAB12-45/T/SS 12 45 14,5 18,2 10,6 35,1 25,3 59,1 20,2 12 87 90  52,41 F 

BAB12-50/T/SS 12 50 14,5 18,2 10,6 35,1 25,3 59,1 20,2 12 87 94  52,41 F 

BAB12-60/T/SS 12 60 14,5 18,2 10,6 35,1 25,3 59,1 20,2 12 87 103  54,77 F 

BAB12-70/T/SS 12 70 14,5 18,2 10,6 35,1 25,3 59,1 20,2 12 87 111  54,77 F 

BAB12-80/T/SS 12 80 14,5 18,2 10,6 35,1 25,3 59,1 20,2 12 87 119  57,11 F 
Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prezzo -5% Su richiesta

cavo CDR



www.ctmeca.com Tel. +(39) 011 760 95 058 info2@ctmeca.comTel. +(39) 011 760 95 05 9aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

 Part number ØD1 L1 ØD2 ØD3

ØD4min. L2 L3 L4
L5 L6 L7 L8

For bore 
diameter

H11

Lifting ring
BABa With ball pin

ØD3

ØD2

ØD1

-0,04
-0,08L2L1

+1

L8

L4

L5 L3

L6L7

R1,5

-  Self locking
-  Materials:

Pin/shackle: Manganese-phosphate 
treated steel
Press bolt: Aluminium
Spring: stainless steel

- Max working temperature: +250°C

 Advantages
- Corrosion resistant
-  Quick and simple to use for carry 

workpieces, moveable handle and 
protection against accidental release. 

-  An H11 toleranced borehole is all that 
is required, specially tapped holes in 
workpieces are no longer required

BAB10-15/A 10 15 11,7 21,5 12,2 10,2 25,7 36,0 27 30 49 87,5 10
BAB10-25/A 10 25 11,7 21,5 12,2 10,2 25,7 36,0 27 30 49 87,5 10
BAB10-35/A 10 35 11,7 21,5 12,2 10,2 25,7 36,0 27 30 49 87,5 10
BAB10-50/A 10 50 11,7 21,5 12,2 10,2 25,7 36,0 27 30 49 87,5 10
BAB12-15/A 12 15 14,2 21,5 14,7 11,0 25,7 36,0 27 30 49 87,5 12
BAB12-25/A 12 25 14,2 21,5 14,7 11,0 25,7 36,0 27 30 49 87,5 12
BAB12-35/A 12 35 14,2 21,5 14,7 11,0 25,7 36,0 27 30 49 87,5 12
BAB12-50/A 12 50 14,2 21,5 14,7 11,0 25,7 36,0 27 30 49 87,5 12
BAB16-25/A 16 25 18,6 26,0 19,2 15,1 31,0 44,5 27 30 49 92,8 16
BAB16-50/A 16 50 18,6 26,0 19,2 15,1 31,0 44,5 27 30 49 92,8 16
BAB16-75/A 16 75 18,6 26,0 19,2 15,1 31,0 44,5 27 30 49 92,8 16
Dimensions in mm
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F3

X

F F1

F2

ØD4

X

45°

 Part number
F1*

(kN)
F2*

(kN)
F3*

(kN)
Weight

(g)
Price each  

1 to 2
X

min.
X

max.

BABa

*For a quintuple safety factor - Dimensions in mm

BAB10-15/A 1,5 10 2,7 2,4 2,1 223  167,39 F 

BAB10-25/A 1,5 15 2,7 2,4 2,1 230  167,42 F 

BAB10-35/A 1,5 25 2,7 2,4 2,1 240  167,39 F 

BAB10-50/A 1,5 35 2,7 2,4 2,1 247  167,39 F 

BAB12-15/A 1,5 10 3,5 3,2 2,8 231  181,95 F 

BAB12-25/A 1,5 20 3,5 3,2 2,8 238  181,95 F 

BAB12-35/A 1,5 25 3,5 3,2 2,8 240  181,95 F 

BAB12-50/A 1,5 45 3,5 3,2 2,8 262  181,95 F 

BAB16-25/A 1,5 20 4,8 4,5 4,1 306  201,60 F 

BAB16-50/A 1,5 40 4,8 4,5 4,1 345  201,60 F 

BAB16-75/A 1,5 55 4,8 4,5 4,1 384  201,60 F 

DISCOUNTS
Qty 1+ 3+ 6+

Disc. List -5% On request
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in stock*
Otherwise contact us

*Depending on availability - Dimensions in mm

INDEX bolt with T handle
PITA 
PITB
-  Indexing bolt with T-handle
-  The T-handle allows a good grip for 

easy clamping with low effort.
- M aterials: 

Burnished steel, class 5.8 
T-handle : thermoplastic dark grey  
RAL7021 or signal red RAL3020

Spring
force (N) Price

Initial Final each
Part number Colour A B ØD ØD1 L L1 L2 L3 H SW1 F1 F2 1 to 5
Shape A - No nut
PITA12-50/G Grey 50 15,5 6 M12x1,5 58 20 8 17 6 14 6 14  10,39 F 
PITA16-60/G Grey 60 18,0 8 M16x1,5 77 26 10 23 8 19 15 35  13,40 F 
PITA19-20/G Grey 72 19,0 10 M20x1,5 84 28 12 25 10 22 15 34  15,56 F 
PITA12-50/R Red 50 15,5 6 M12x1,5 58 20 8 17 6 14 6 14  10,39 F 
PITA16-60/R Red 60 18,0 8 M16x1,5 77 26 10 23 8 19 15 35  13,40 F 
PITA19-20/R Red 72 19,0 10 M20x1,5 84 28 12 25 10 22 15 34  15,56 F 
Shape B - With nut
PITB12-50/G Grey 50 15,5 6 M12x1,5 58 20 8 17 6 14 6 14  10,75 F 
PITB16-60/G Grey 60 18,0 8 M16x1,5 77 26 10 23 8 19 15 35  14,30 F 
PITB19-20/G Grey 72 19,0 10 M20x1,5 84 28 12 25 10 22 15 34  16,33 F 
PITB12-50/R Red 50 15,5 6 M12x1,5 58 20 8 17 6 14 6 14  10,75 F 
PITB16-60/R Red 60 18,0 8 M16x1,5 77 26 10 23 8 19 15 35  14,30 F 
PITB19-20/R Red 72 19,0 10 M20x1,5 84 28 12 25 10 22 15 34  16,33 F 

Steel - thermoplastic

DISCOUNTS
Qty 1+ 6+ 20+

Disc. List -10% On request

A

L2 L2

L1 L1L3 L3

+0,02 
-0,04

+0,02 
-0,04

ØD1 ØD1

F F

SW1
SW2

B B
A

SW1

H H

L L

Shape A Shape BØD ØD

Grey version

Red version
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in stock*
Otherwise contact us

*Depending on availability - Dimensions in mm

PITASS 
PITBSS

- Indexing bolt with T-handle
-  The T-handle allows a good grip for easy 

clamping with low effort.
- M aterials: 

303 stainless steel 
T-handle : thermoplastic dark grey RAL7021 
or signal red RAL3020

Spring
force (N) Price

Initial Final each
Part number Colour A B ØD ØD1 L L1 L2 L3 H SW1 F1 F2 1 to 5
Shape A - No nut
PITA12-50/G/SS Grey 50 15,5 6 M12x1,5 58 20 8 17 6 14 6 14  18,04 F 
PITA16-60/G/SS Grey 60 18,0 8 M16x1,5 77 26 10 23 8 19 15 35  23,92 F 
PITA19-20/G/SS Grey 72 19,0 10 M20x1,5 84 28 12 25 10 22 15 34  32,72 F 
PITA12-50/R/SS Red 50 15,5 6 M12x1,5 58 20 8 17 6 14 6 14  18,04 F 
PITA16-60/R/SS Red 60 18,0 8 M16x1,5 77 26 10 23 8 19 15 35  23,92 F 
PITA19-20/R/SS Red 72 19,0 10 M20x1,5 84 28 12 25 10 22 15 34  32,72 F 
Shape B - With nut
PITB12-50/G/SS Grey 50 15,5 6 M12x1,5 58 20 8 17 6 14 6 14  19,88 F 
PITB16-60/G/SS Grey 60 18,0 8 M16x1,5 77 26 10 23 8 19 15 35  26,53 F 
PITB19-20/G/SS Grey 72 19,0 10 M20x1,5 84 28 12 25 10 22 15 34  35,06 F 
PITB12-50/R/SS Red 50 15,5 6 M12x1,5 58 20 8 17 6 14 6 14  19,88 F 
PITB16-60/R/SS Red 60 18,0 8 M16x1,5 77 26 10 23 8 19 15 35  26,53 F 
PITB19-20/R/SS Red 72 19,0 10 M20x1,5 84 28 12 25 10 22 15 34  35,06 F 

Stainless steel - thermoplastic

DISCOUNTS
Qty 1+ 6+ 20+

Disc. List -10% On request

A

L2 L2

L1 L1L3 L3

+0,02 
-0,04

+0,02 
-0,04

ØD1 ØD1

F F

SW1
SW2

B B
A

SW1

H H

L L

Shape A Shape BØD ØD

INDEX bolt with T handle

Grey version

Red version

stainless

steel
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Pressore liscio a molla
Con puntale a sferaBLM

-  Pressore per posizionamento  
e indicizzazione

- Materiali:
Corpo: inox o termoplastica
Molla: inox
Sfera: inox o delrin

F1

F2

L1

L H

ØD1ØD+0,08 ØD2

Forza di pressione Prezzo
iniziale finale Massa Unit.

Codice Sfera ØD ØD1 ØD2 L L1 H F1 (N) F2 (N) (g) da 1 a 5
Corpo inox
BLM5SS inox 5 4 5,6 6 1 1,0 4 7 0,60 4  1,94 F 

BLM6SS inox 6 5 6,5 7 1 1,5 6 12 1,00 4  2,07 F 

BLM8SS inox 8 6,5 8,5 9 1 1,8 6 12 2,00 4  2,55 F 

BLM10SS inox 10 8 12,0 13,5 2,5 2,7 10 20 6,00 4  3,30 F 

BLM5P Delrin 5 4 5,6 6 1 0,6 4 7 0,60 4  2,24 F 

BLM6P Delrin 6 5 6,5 7 1 1,1 6 12 1,00 4  2,29 F 

BLM8P Delrin 8 6,5 8,5 9 1 1,5 6 12 2,00 4  2,86 F 

BLM10P Delrin 10 8 12,0 13,5 2,5 2,3 10 20 6,00 4  3,61 F 
Corpo termoplastica
BLM5PS inox 5 4 5,6 6 1 1,0 4 7 0,40 -  1,17 F 

BLM6PS inox 6 5 6,5 7 1 1,5 6 12 0,70 4  1,35 F 

BLM8PS inox 8 6,5 8,5 9 1 1,8 6 12 1,50 4  1,52 F 

BLM10PS inox 10 8 12,0 13,5 2,5 2,7 10 20 3,14 4  2,86 F 

BLM5PP Delrin 5 4 5,6 6 1 1,2 4 7 0,35 4  1,36 F 

BLM6PP Delrin 6 5 6,5 7 1 1,5 6 12 0,66 4  1,47 F 

BLM8PP Delrin 8 6,5 8,5 9 1 2 6 12 1,46 4  1,75 F 

BLM10PP Delrin 10 8 12,0 13,5 2,5 2,7 10 20 1,44 4  3,37 F 
*Nei limiti della disponibilità - Dimensioni in mm

Stock*

Sfera inox 

o delrin

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+ 50+ 100+ 250+ 400+
Sc. Prezzo -5% -10% -15% -25% -40% Su richiesta
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Non-locking 
version

Locking 
version

L1
L3

SW

F2

L2

ØD3

F1

L4

ØD1

ØD2
ØD4

SW

Miniature indexing button
BIM

-  Particularly suitable for screwing into  
thin-walled parts

- Works well in reduced spaces
- Non-removable spaces
- Materials:  
     Head - matt thermoplastic
     Body - galvanised steel or 303 stainless steel
     Pin - 303 stainless steel

.Assembly.
-   Screw in as far as possible, then pull on the 

button to reveal the hexagonal nut for final 
assembly

.Operation.
-  For the locking version, the button  

is pulled and then turned 90°C  
where it is retained in a notch

-  Working temperature  
range -30°C to 80°C

For reduced spaces

DISCOUNTS
Qty 1+ 6+ 20+
Disc List -10% On request

Miniature

F1 F2 Weight Price each
Part number ØD1 ØD2 L1 ØD3 ØD4 L2 L3 L4 SW (N) (N) (g) Stock* 1 to 5
Non-locking version
BIM4-8-26.5 4 M8x0,75 26,5 21,0 15,0 5 5 3,5 10 4,5 12 14 4  10,22 F 
BIM5-8-26.5 5 M8x0,75 26,5 21,0 15,0 5 5 3,5 10 4,5 12 14 4  10,52 F 
BIM6-10-34 6 M10x1 34 25,0 18,0 7 7 4,5 12 5 18 25 4  12,37 F 
BIM7-10-34 7 M10x1 34 25,0 18,0 7 7 4,5 12 5 18 26 -  12,98 F 
Locking version
BIM4-8-26.5/LOK 4 M8x0,75 26,5 21,0 15,0 5 5 3,5 10 4,5 12 13 4  10,22 F 
BIM5-8-26.5/LOK 5 M8x0,75 26,5 21,0 15,0 5 5 3,5 10 4,5 12 14 4  10,52 F 
BIM6-10-34/LOK 6 M10x1 34 25,0 18,0 7 7 4,5 12 5 18 24 -  12,37 F 
BIM7-10-34/LOK 7 M10x1 34 25,0 18,0 7 7 4,5 12 5 18 25 4  12,98 F 

*Depending on availability - Dimensions in mm
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Stainless steel miniature indexing button
BIM/SS

-  Particularly suitable for screwing 
into thin-walled parts.

- Works well in reduced spaces
- Non-removable button
- Materials:  
     Head 304 stainless steel
     Body - 304 stainless steel
     Pin - 303 stainless steel

.Assembly.
-   Screw in as far as possible,  

then pull on the button to reveal  
the hexagonal nut for final assembly.

.Operation.
-  For the locking version, the button is pulled and  

then turned 90°C where it is retained in a notch.
- Max working temperature 250°C.

For reduced spaces

Miniature

stainless steel

Non-locking
version

Locking 
version

L1

ØD3

L3

F2
F1

L2

ØD4
ØD2
ØD1

SW

SW
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BIM/SS

F1 F2 Weight Price each
Part number ØD1 ØD2 L1 ØD3 Ød4 L2 L3 SW (N) (N) (g) 1 to 5
Non-locking version
BIM4-8-27.5/SS 4 M8 27,5 21,0 15 5 6 10 4 12 28  25,52 F 
BIM4-8F-27.5/SS 4 M8x1 27,5 21,0 15 5 6 10 4 12 28  25,52 F 
BIM5-10-34/SS 5 M10 34 25,0 18 6 8 12 6 16 49  28,53 F 
BIM5-10F-34/SS 5 M10x1 34 25,0 18 6 8 12 6 16 50  28,53 F 
BIM6-10-34/SS 6 M10 34 25,0 18 6 8 12 6 16 50  28,53 F 
BIM6-10F-34/SS 6 M10x1 34 25,0 18 6 8 12 6 16 50  28,53 F 
BIM6-12-40.5/SS 6 M12 40,5 28,0 20 7 10 14 10 23 74  34,86 F 
BIM6-12F-40.5/SS 6 M12x1,5 40,5 28,0 20 7 10 14 10 23 75  34,86 F 
BIM7-12-40.5/SS 7 M12 40,5 28,0 20 7 10 14 10 23 75  34,28 F 
BIM7-12F-40.5/SS 7 M12x1,5 40,5 28,0 20 7 10 14 10 23 75  34,28 F 
BIM8-16-47.5/SS 8 M16 47,5 33,0 23 10 12 17 11 34 110  43,04 F 
BIM8-16F-47.5/SS 8 M16x1,5 47,5 33,0 23 10 12 17 11 35 113  43,04 F 
BIM10-16-47.5/SS 10 M16 47,5 33,0 23 10 12 17 11 35 113  43,04 F 
BIM10-16F-47.5/SS 10 M16x1,5 47,5 33,0 23 10 12 17 11 35 113  43,04 F 
Locking version
BIM4-8-27.5/LOK/SS 4 M8 27,5 21,0 15 5 6 10 4 12 27  25,52 F 
BIM4-8F-27.5/LOK/SS 4 M8x1 27,5 21,0 15 5 6 10 4 12 28  25,52 F 
BIM5-10-34/LOK/SS 5 M10 34 25,0 18 6 8 12 6 16 48  28,53 F 
BIM5-10F-34/LOK/SS 5 M10x1 34 25,0 18 6 8 12 6 16 49  28,53 F 
BIM6-10-34/LOK/SS 6 M10 34 25,0 18 6 8 12 6 16 49  28,71 F 
BIM6-10F-34/LOK/SS 6 M10x1 34 25,0 18 6 8 12 6 16 49  28,71 F 
BIM6-12-40.5/LOK/SS 6 M12 40,5 28,0 20 7 10 14 10 23 72  34,86 F 
BIM6-12F-40.5/LOK/SS 6 M12x1,5 40,5 28,0 20 7 10 14 10 23 73  34,86 F 
BIM7-12-40.5/LOK/SS 7 M12 40,5 28,0 20 7 10 14 10 23 73  34,28 F 
BIM7-12F-40.5/LOK/SS 7 M12x1,5 40,5 28,0 20 7 10 14 10 23 74  34,28 F 
BIM8-16-47.5/LOK/SS 8 M16 47,5 33,0 23 10 12 17 11 35 110  43,04 F 
BIM8-16F-47.5/LOK/SS 8 M16x1,5 47,5 33,0 23 10 12 17 11 35 110  43,04 F 
BIM10-16-47.5/LOK/SS 10 M16 47,5 33,0 23 10 12 17 11 35 112  43,04 F 
BIM10-16F-47.5/LOK/SS 10 M16x1,5 47,5 33,0 23 10 12 17 11 35 114  43,04 F 

DISCOUNTS
Qty 1+ 6+ 20+
Disc List -10% On request

Dimensions in mm
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Maniglia a ripresa in inox
Con inserto maschiatoCLAss

-  Maniglia a ripresa in acciaio inox con inserto 
maschiato

-  Materiali:
Leva in pressofusa: inox 304 
Altri componenti: inox 303

-  Finitura:
Leva: inox lucidatura elettrolitica 
Altri componenti: inox lucidato

Tirare la maniglia
per sbloccare

A

X
D

D1

H3 H4
H

H1 T H2

D2 B

(L
ev

a 
di

si
nn

es
ta

ta
)

A1

CLA01M5/SS M5 9 10,0 13,0 14,0 24,5  4,0 14,5 31,0 34,0 40 47,0  7 16 -  25,97 F 
CLA01M6/SS M6 9 10,0 13,0 14,0 24,5   4,0 14,5 31,0 34,0 40  47,0  7 16 -  25,97 F 
CLA02M6/SS M6 12 13,5 18,5 19,0 28,5   6,5 17,5 42,5 45,5 65  74,5 10 20 4  34,98 F 
CLA02M8/SS M8 12 13,5 18,5 19,0 28,5   6,5 17,5 42,5 45,5 65  74,5 10 20 4  34,98 F 
CLA03M8/SS M8 14 16,0 21,0 22,0 37,0 10,0 24,0 54,5 58,5 80  91,0 11 22 4  42,17 F 
CLA03M10/SS M10 14 16,0 21,0 22,0 37,0 10,0 24,0 54,5 58,5 80  91,0 11 22 -  42,17 F 
CLA04M10/SS M10 17 19,0 27,0 27,5 43,0 10,0 27,0 63,0 67,5 95 109,0 13 24 4  49,37 F 
CLA04M12/SS M12 17 19,0 27,0 27,5 43,0 10,0 27,0 63,0 67,5 95 109,0 13 24 -  49,37 F 

  Codice
              Num.
 X T D D1 D2 H H1 H2 H3 H4 A A1 B denti

Prezzo unit.
da 1 a 5 Stock* 

 Maschiatura

*Nei limiti delle disponibilità - Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+
Sc. Prezzo -10% Su richiesta

inox
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Maniglia a ripresa in inox
Con inserto filettato CLAss

-  Maniglia a ripresa in acciaio inox con inserto 
filettato

-  Materiali:
Leva pressofusa: inox 304 
Altri componenti: inox 303

-  Finitura:
Leva: inox lucidatura elettrolitica 
Altri componenti: inox lucidato

Tirare la maniglia
per sbloccare

A

A1

X
ØD
ØD1

H3 H4
H

H2

ØD2 B
(L

ev
a 

di
si

nn
es

ta
ta

)

L

Estremità piatta 
smussata DIN 78

H1

Con asta 

filettato

CLA01T5/SS M5 10,0 13,0 14,0 24,5 4,0 14,5 31,0 34,0 40 47,0 7 16 20 -  26,71 F 
CLA01T6/SS M6 10,0 13,0 14,0 24,5  4,0 14,5 31,0 34,0 40  47,0   7 16 30 4  26,71 F 
CLA02T6/SS M6 13,5 18,5 19,0 28,5  6,5 17,5 42,5 45,5 65  74,5 10 20 50 4  37,15 F 
CLA02T8/SS M8 13,5 18,5 19,0 28,5  6,5 17,5 42,5 45,5 65  74,5 10 20 50 4  37,15 F 
CLA02T10/SS M10  13,5 18,5 19,0 28,5  6,5 17,5 42,5 45,5 65  74,5 10 20 50 4  37,15 F 
CLA03T8/SS M8 16,0 21,0 22,0 37,0 10,0 24,0 54,5 58,5 80  91,0 11 22 50 4  44,57 F 
CLA03T10/SS M10 16,0 21,0 22,0 37,0 10,0 24,0 54,5 58,5 80  91,0 11 22 50 4  44,57 F 
CLA04T12/SS M12 19,0 27,0 27,5 43,0 10,0 27,0 63,0 67,5 95 109,0 13 24 50 4  52,35 F 

 Codice
             Num. 
 X D D1 D2 H H1 H2 H3 H4 A A1 B denti L

Prezzo unit.
da 1 a 5 Stock* 

 Maschiatura Lunghezza

*Nei limiti delle disponibilità - Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+
Sc. Prezzo -10% Su richiesta

inox
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all' unità
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Volantino a tre razze

-  Elementi di manovra manuale
-  Materiali:

Volantino: poliammide caricata con fibre di vetro 
Mozzo: acciaio zincato

 Opzioni
-  Alesaggi diversi 
-  Scanalatura a chiavetta
-  Vedere tabella modifiche

 Applicazione
-  Qualsiasi tipo di macchina

Senza impugnatura V3RA

*Nei limiti delle disponibilità - Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+
Sc. Prezzo -5% Su richiesta

H

ØD

Ød

ØK

F
E

C

ØA

Nuovo Ø300
Ø375

New    
New    

Ød Prezzo unit.
Codice Pre-alesaggio ØD H C ØA E F ØK da 1 a 5
V3RA-100 4 100 46 20 24 12 24 18 4  11,65 F 
V3RA-125 6 125 51 24 24 12 28 20 4  14,69 F 
V3RA-160 6 160 61 28 32 15 31 30 4  20,76 F 
V3RA-200 6 200 74 32 40 15 40 35 4  31,30 F 
V3RA-250 6 250 83 34 48 17 49 35 -  47,77 F 
V3RA-300 6 300 93 36 58 18 53 48 -  77,73 F 
V3RA-375 6 375 104 38 58 18 53 48 -  115,32 F 

Stock*
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Volantino a tre razze

-  Elementi di manovra manuale
-  Materiali:

Volantino: poliammide caricata con fibre di vetro 
Mozzo: acciaio zincato

 Opzioni
-  Alesaggi diversi 
-  Scanalature a chiavetta
-  Vedere tabella modifiche

 Applicazione
-  Qualsiasi tipo di macchina

Con impugnatura girevoleV3RApt

*Nei limiti delle disponibilità - Dimensioni in mm

Nuovo Ø300
Ø375

ØG

ØN

L

H

ØD

ØA

Ød

P

ØK

C

F
E

Ø375

Ø100

Ød Pre- Prezzo unit.
Codice alesaggio ØD H C ØA E F ØK L ØG P ØN da 1 a 5
V3RA-100-PT 4 100 46 20 24 12 24 18 96 21 50 M6 4  19,32 F 
V3RA-125-PT 6 125 51 24 24 12 28 20 101 21 50 M6 4  22,36 F 
V3RA-160-PT 6 160 61 28 32 15 31 30 131 23 70 M8 4  28,81 F 
V3RA-200-PT 6 200 74 32 40 15 40 35 164 26 90 M10 4  40,00 F 
V3RA-250-PT 6 250 83 34 48 17 49 35 173 26 90 M10 -  56,80 F 
V3RA-300-PT 6 300 93 36 58 18 53 48 183 26 90 M10 -  90,25 F 
V3RA-375-PT 6 375 104 38 58 18 53 48 194 26 90 M10 -  132,87 F 

Stock*

New    
New    

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+
Sc. Prezzo -5% Su richiesta
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Volantino a tre razze
Con impugnatura girevole retraibile V3RAptr

-  Elementi di manovra manuale
-  Materiali:

Volantino: poliammide caricata con fibre di vetro 
Mozzo: acciaio zincato

 Info
-  Impugnatura girevole retraibile a scatto

.Opzioni.
-  Alesaggi diversi 
-  Scanalature a chiavetta
-  Vedere tabella modifiche

 Applicazione
-  Qualsiasi tipo di macchina

*Nei limiti delle disponibilità - Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+
Sc. Prezzo -5% Su richiesta

Nuovo Ø300
Ø375

ØG

ØN

L

L1 H

ØD

ØA

Ød

P

C

F
E

Ø375

Ø100

Ød Pre- Prezzo unit.
Codice alesaggio ØD H C ØA E F L L1 ØG P ØN da 1 a 5
V3RA-100-PTR 4 100 46 20 24 12 24 100 50 21 52 M4 4  45,71 F 
V3RA-125-PTR 6 125 51 24 24 12 28 105 54 21 52 M4 4  50,49 F 
V3RA-160-PTR 6 160 61 28 32 15 31 135 65 23 74 M5 4  57,36 F 
V3RA-200-PTR 6 200 74 32 40 15 40 168 79 26 94 M6 4  68,63 F 
V3RA-250-PTR 6 250 83 34 48 17 49 173 89 26 94 M6 -  82,64 F 
V3RA-300-PTR 6 300 93 36 58 18 53 184 100 26 94 M6 -  117,01 F 
V3RA-375-PTR 6 375 104 38 58 18 53 195 110 26 94 M6 -  148,05 F 

New    
New    

Stock*
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316 stainless steel
Spoked handwheel 
HLUSS

N° of Price each
Part number ØD1 ØD2 ØD3 L1 L3 M K T spokes 1 to 2
No keyway
HLU100-10/SS 100 10 26 17 33 M6  -  - 3  65,57 F 
HLU125-12/SS 125 12 28 18 36 M8  -  - 3  94,02 F 
HLU160-16/SS 160 16 32 20 40 M10  -  - 3  138,63 F 
HLU200-18/SS 200 18 38 24 45 M10  -  - 3  243,37 F 
With keyway
HLU100-10K/SS 100 10 26 17 33 M6 3 11,4 3  68,85 F 
HLU125-12K/SS 125 12 28 18 36 M8 4 13,8 3  97,34 F 
HLU160-16K/SS 160 16 32 20 40 M10 5 18,3 3  141,92 F 
HLU200-18K/SS 200 18 38 24 45 M10 6 20,8 3  248,25 F 

DISCOUNTS
Qty 1+ 3+ 5+ 10+

Disc. List -5% -10% On request

316 stainless

steel

All dimensions in mm

ØD3

ØM

L1

L3

ØD3 ØD1ØD2H7

KP9

T

DIN 6885-1

ØD2H7

- Handwheel (only)
- Conforms to DIN950
- Versions with and without DIN6885-1 keyways 
- M aterial: 

Stainless steel 1.4401 (316) 
Finish: turned and polished

 Accessory.
- HLUMss rotating handle (p. 23)
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Rotating handle for spoked handwheel
HLUMSS

Price each
Part number ØD1 ØM3 ØD4 L1 L2 L3 SW 1 to 2
HLUM-M6/SS 16 M6 11 57 12 11,45 8  27,20 F 
HLUM-M8/SS 21 M8 14 71 14 13,45 10  34,38 F 
HLUM-M10/SS 25 M10 16 86 16 14,45 11  44,15 F 

All dimensions in mm

ØD4 ØM3

L2

SW L3

L1

ØD1

DISCOUNTS
Qty 1+ 3+ 5+ 10+

Disc. List -5% -10% On request

316 stainless steel

316 stainless

steel

-  Rotating handle (only)
- Similar to DIN98
- M aterial: 

1.4401 (316) stainless steel 
Polished finish

 Accessory.
-  See stainless steel spoked handwheel  

HLUss (p. 22)
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- Handwheel with rotating handle
- Finish: turned, natural
-  Solid hub with centering point
- M aterial:  

1.4301 stainless steel

Solid handwheel with rotating handle
VPPTSS

DISCOUNTS
Qty 1+ 3+ 5+ 10+

Disc. List -5% -10% On request
Price each

Part number ØD1 ØD2 ØD3 L1 L2 L3 L4 1 to 2
VPPT76/SS 76,20 9,91 22,1 17,02 6,10 27,9 37,90  76,63 F 
VPPT101/SS 101,60 11,94 25,9 18,03 7,87 31,7 39,88  86,12 F 
VPPT151/SS 152,40 19,05 38,1 22,10 12,70 38,1 63,50  171,31 F 
VPPT203/SS 203,20 22,10 45,7 24,13 14,22 45,7 76,20  220,71 F 
VPPT254/SS 254,00 22,10 50,8 26,67 15,75 50,8 76,20  344,83 F 

ØD2

L2

L4
L1

L3

ØD3ØD1

304 stainless steel

304 stainless

steel

All dimensions in mm
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ØK

H
E C

ØD
ØB

ØA
ØD1

VTLB

- Operating element
- Insert with tapped through hole
- Working T° range -30°C to +130°C
- Materials 
      Black polyamide PA6 glass fiber reinforced
     Brass or stainless steel 303 insert

.Advantages.
Handwheel size up to 100mm diameter 
provides excellent grip and clamping force

Thermoplastic

DISCOUNTS
Qty 1+ 10+ 20+ 50+ 100+

Disc. List -5% -10% -15% On request

Three-lobe knob

Strong tightening

Big diameter

from 63 mm

to 100 mm

Dimensions in mm

Part number Price each 1 to 9
Brass Stainless Weight Stainless
insert steel insert ØA ØB C ØD E H ØD1 ØK (g) Brass steel

VTLB8-63 VTLB8-63/SS 63 21 21 M8 18,5 30 12,5 Ø15 30  7,48 F  13,34 F 
VTLB10-63 - 63 21 21 M10 18,5 30 12,5 Ø15 34  7,74 F -
VTLB10-80 VTLB10-80/SS 80 26 23 M10 25 35 13 Ø20 59  9,11 F  13,62 F 
VTLB12-80 - 80 26 23 M12 25 35 13 Ø20 61  9,88 F -
VTLB12-100 VTLB12-100/SS 100 30 25 M12 25 38 17 Ø25 87  12,83 F  18,53 F 
VTLB14-100 - 100 30 25 M14 25 38 17 Ø25 89  13,88 F -
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ØA

Ød

ØD

ØB

E

F

C

Volantino a 6 lobi filettato
Tecnopolimero con inserti  

in ottone o inox
GLB

-  Volantino a 6 lobi 
maschiato cieco o 
maschiato passante

-  Materiale: 
Poliammide nero
Superficie opaca
Inserto in ottone o inox

.Info..
-  Venduto a multipli  

contattateci

Codice Prezzo unit. da 1 a 9
Ottone Inox ØA ØB C F ØD E Ød Ottone Ottone Inox
Volantino con foro filettato cieco
GLB30-M6 GLB30-M6/SS 30 14 24 15 M6 13 - 4  2,88 F  7,28 F 
GLB30-M8 - 30 14 24 15 M8 13 - 4  3,03 F -
GLB40-M6 GLB40-M6/SS 40 16 28 18 M6 13 - 4  3,38 F  8,24 F 
GLB40-M8 GLB40-M8/SS 40 16 28 18 M8 13 - 4  3,38 F  8,28 F 
GLB50-M8 GLB50-M8/SS 50 18 32 20 M8 15 - 4  3,98 F  10,44 F 
GLB50-M10 GLB50-M10/SS 50 18 32 20 M10 16 - 4  4,26 F  10,44 F 
GLB60-M12 GLB60-M12/SS 60 20 36 22 M12 18 - 4  5,75 F  16,92 F 
GLB70-M12 - 70 23 40 24 M12 18 - 4  7,18 F -
GLB70-M14 - 70 23 40 24 M14 20 - 4  8,98 F -
GLB70-M16 - 70 23 40 24 M16 20 - 4  9,60 F   -
Volantino con foro filettato passante
GLB30-M6/FP GLB30-M6/FP/SS 30 14 24 15 M6 11 8 4  3,57 F  12,36 F 
GLB30-M8/FP - 30 14 24 15 M8 11 10 4  3,90 F -
GLB40-M6/FP GLB40-M6/FP/SS 40 16 28 18 M6 15  7 4  4,38 F  13,74 F 
GLB40-M8/FP GLB40-M8/FP/SS 40 16 28 18 M8 15 11 4  4,66 F  14,61 F 
GLB50-M8/FP GLB50-M8/FP/SS 50 18 32 20 M8 18 11 4  5,63 F  16,04 F 
GLB50-M10/FP GLB50-M10/FP/SS 50 18 32 20 M10 18 11 4  5,81 F  16,92 F 
GLB60-M12/FP - 60 20 36 22 M12 25 13 4  7,75 F -
GLB70-M12/FP - 70 23 40 24 M12 25 14 4  9,68 F -
GLB70-M14/FP - 70 23 40 24 M14 25 15 4  11,80 F -
GLB70-M16/FP - 70 23 40 24 M16 25 17 4  13,75 F -

*Nei limiti delle disponibilità - Dimensioni in mm

Con inserti in 

ottone o inox

SCONTI PER QUANTITÀ
Qtà 1+ 10+ 20+ 50+ 100+ 200+
Sc. Prezzo -5% -10% -15% -20% Su richiesta

Stock*
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Volantino a 6 lobi filettato
Tecnopolimero con inserti  

in acciaio o inox
GLP

-  Volantino a 6 lobi  
con perno filettato

- Materiale:
Poliammide nero
Superficie opaca
Perno filettato in acciaio o inox

.Opzione.
-  Inserto inox o poliammide  

colorata per quantità

*Nei limiti delle disponibilità - Dimensioni in mm

Codice Prezzo unit. da 1 a 9
Acciaio Inox ØA ØB C F ØD L Acciaio Acciaio Inox

GLP30-M6-20 GLP30-M6-20/SS 30 14 24 15 M6 20 4  2,65 F  6,40 F 
GLP30-M6-30 GLP30-M6-30/SS 30 14 24 15 M6 30 4  2,88 F  6,55 F 
GLP30-M8-20 - 30 14 24 15 M8 20 4  2,88 F -
GLP30-M8-30 - 30 14 24 15 M8 30 4  2,93 F -
GLP40-M8-20 GLP40-M8-20/SS 40 16 28 18 M8 20 4  3,20 F  7,58 F 
GLP40-M8-30 GLP40-M8-30/SS 40 16 28 18 M8 30 4  3,28 F  8,02 F 
GLP40-M8-40 - 40 16 28 18 M8 40 4  3,38 F -
GLP50-M10-20 - 50 18 32 20 M10 20 4  4,47 F -
GLP50-M10-30 GLP50-M10-30/SS 50 18 32 20 M10 30 4  4,60 F  11,97 F 
GLP50-M10-40 GLP50-M10-40/SS 50 18 32 20 M10 40 4  4,72 F  12,14 F 
GLP60-M12-30 GLP60-M12-30/SS 60 20 36 22 M12 30 4  7,69 F  14,61 F 
GLP60-M12-50 GLP60-M12-50/SS 60 20 36 22 M12 50 4  8,38 F  16,92 F 
GLP70-M12-30 - 70 23 40 24 M12 30 -  8,38 F -
GLP70-M12-50 - 70 23 40 24  M12 50 4  8,98 F -

SCONTI PER QUANTITÀ
Qtà 1+ 10+ 20+ 50+ 100+ 200+
Sc. Prezzo -5% -10% -15% -20% Su richiesta

Perno acciaio 

o inox

Stock*

ØAØDØB

C

FL
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Knob with blind thread
GGB34-M6 34 14 18 M6 - 9 4 4  2,22 F 
GGB34-M8 34 14 18 M8 - 9 4 -  2,22 F 
GGB40-M6 40 15 19 M6 - 9 4 4  2,34 F 
GGB40-M8 40 15 19 M8 - 9 4 -  2,34 F 
GGB48-M6 48 17 20 M6 - 13 4 -  2,46 F 
GGB48-M8 48 17 20 M8 - 13 4 4  2,46 F 
Knob, fully threaded
GGB34-M6/FP 34 14 18 M6 7 15 4 4  2,46 F 
GGB40-M6/FP 40 15 19 M6 9 15 4 4  2,53 F 
GGB40-M8/FP 40 15 19 M8 9 15 4 4  2,53 F 
GGB48-M6/FP 48 17 20 M6 9 15 4 4  2,65 F 
GGB48-M8/FP 48 17 20 M8 9 15 4 4  2,65 F 

Female wing knob
Technopolymer with brass insertGGB

-  Female wing knob with tapped 
hole (blind or fully threaded) 

- For manual tightening
- Material: 

Matt black polyamide with brass 
insert

.Info.
-  Not sold individually, please 

contact us for details

Brass 

insert

 Part number
Price each 

1 to 9

*Subject to availability - Dimensions in mm

Ød

ØD 0,3

H
C

F

B

A

 A B C ØD Ød H F Stock*

DISCOUNTS
Qty 1+ 10+ 20+ 50+ 100+ 200+

Disc. List -5% -10% -15% -20% On request
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Steel
GGP34-M6-25 34 14 18 M6 25 4 4  2,46 F 
GGP34-M8-25 34 14 18 M8 25 4 4  2,65 F 
GGP40-M8-25 40 15 19 M8 25 4 -  2,88 F 
GGP48-M8-25 48 17 20 M8 25 4 4  3,38 F 
GGP48-M8-40 48 17 20 M8 40 4 4  3,44 F 
Stainless steel
GGP34-M6-20/SS 34 14 18 M6 20 4 4  5,34 F 
GGP34-M6-30/SS 34 14 18 M6 30 4 -  5,62 F 

Male wing knob
Technopolymer,  

with steel or stainless steel spindle
GGP

- Male wing knob
- For manual tightening
- Material: 

Matt black polyamide
Threaded shaft: zinc plated steel or 
stainless steel

.Info.
-  Not sold individually, please 

contact us for details

*Subject to availability - Dimensions in mm

 Part number  A B C ØD    L F
Price each 

1 to 9

ØD

L 0,3

C

F

B

A

Stock*

DISCOUNTS
Qty 1+ 10+ 20+ 50+ 100+ 200+

Disc. List -5% -10% -15% -20% On request

Spindle plated 

steel or 

stainless steel
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Threaded spherical knob
TechnopolymerGPB

-  Spherical knob with moulded 
thread or brass insert

- Small central groove
- Material :

Black Duroplast with brass insert

.Option
-  Stainless steel or  

polyamide coloured insert 
(min quantity applies)

.Info.
-  Not sold individually,  

please contact us  
for details

 Part number 
Price each 

1 to 9

Brass 
insert

Moulded 
thread

*Subject to availability - Dimensions in mm

Moulded thread
GPB19-M4 19 10 M4 4  2,04 F 
GPB19-M5 19 10 M5 4  2,04 F 
GPB19-M6 19 10 M6 4  2,04 F 
GPB25-M6 25 17 M6 4  2,25 F 
GPB25-M8 25 17 M8 4  2,25 F 
GPB32-M8 32 20 M8 4  2,53 F 
GPB32-M10 32 20 M10 4  2,53 F 
GPB32-M12 32 20 M12 4  2,53 F 
GPB41-M10 41 20 M10 4  3,35 F 
GPB41-M12 41 20 M12 4  3,35 F 
GPB47-M14 47 23 M14 4  4,49 F 
Threaded insert
GPB19-M6/INS 19 9 M6 4  3,27 F 
GPB25-M8/INS 25 15 M8 4  3,43 F 
GPB32-M8/INS 32 15 M8 4  3,51 F 
GPB32-M10/INS 32 16 M10 4  3,90 F 
GPB41-M10/INS 41 16 M10 4  5,18 F 
GPB41-M12/INS 41 18 M12 4  6,04 F 

 ØD      A                          ØB Stock*

ØD ØD

ØB ØB

A

A

GPB GPB/INS

DISCOUNTS
Qty 1+ 10+ 20+ 50+ 100+ 200+

Disc. List -5% -10% -15% -20% On request
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 Part number

Mushroom headed button

-    Suitable for linear (push/pull) 
operations

- Material: 
Stainless steel 303
Finish: Electrolytically polish

BCHssThreads M3-M8

ØD1

ØD

ØD2

T

H

H1

stainless steel
Economical range

BCH3-18/SS M3 18 10 18 8,6 7,5 4  10,70 F 
BCH4-21/SS M4 21 12 21 10,0 10,0 4  11,74 F 
BCH5-21/SS M5 21 12 21 10,0 12,5 4  11,74 F 
BCH6-25/SS M6 25 14 25 12,0 12,0 4  13,12 F 
BCH8-33/SS M8 33 18 33 16,0 16,0 4  19,12 F 

*Subject to availability - Dimensions in mm

Price each  
1 to 9ØD ØD1 ØD2 H H1 T Stock*

DISCOUNTS
Qty 1+ 10+ 20+ 50+

Disc. List -10% -20% On request
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For shafts Ø6 to Ø12PSPE20

Conical handle
- Smooth blind hole
- Working T°: 0°C to +70°C
- Material:
     Black PVC

.Assembly.
-  Fit using a mallet, no adhesive 

required

Conical flexible shaft handle Ø20

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

Dimensions in mm

L

P

ØD1 ØT ØD

Stock*
Weight Price each

Part number ØD ØD1 ØT L P (g) 1 to 59
PSPE20-43-6 20 14 6 43 40 11  1,78 F 
PSPE20-43-7 20 14 7 43 40 10  1,69 F 
PSPE20-43-8 20 14 8 43 40 10  1,63 F 
PSPE20-43-10 20 14 10 43 40 9  1,57 F 
PSPE20-43-12 20 14 12 43 40 8  1,49 F 
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For shafts Ø7 to Ø14 PSPE22

Conical handle
- Smooth blind hole
- Working T°: 0°C to +70°C
- Material:
     Black PVC

.Assembly.
-  Fit using a mallet, no adhesive 

required

Conical flexible shaft handle Ø22

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

Dimensions in mm

L

P

ØD1 ØT ØD

Stock*
Weight Price each

Part number ØD ØD1 ØT L P (g) 1 to 59
PSPE22-60-7 22 17 7 60 58 24  2,82 F 
PSPE22-60-8 22 17 8 60 58 23  2,64 F 
PSPE22-60-9 22 17 9 60 58 23  2,54 F 
PSPE22-60-10 22 17 10 60 58 22  2,47 F 
PSPE22-60-12 22 17 12 60 58 21  2,35 F 
PSPE22-60-14 22 17 14 60 58 20  2,29 F 
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For tubes Ø12 to Ø22PSPD18

Knurled cylindrical handle
- Smooth blind hole
- Working T°: 0°C to +70°C
- Material:
     Black PVC

.Assembly.
-  Fit using a mallet, no adhesive 

required

.Advantages.
- Ergonomic handle for excellent grip

Flexible tube handle

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

L

P

ØT ØC

Typical application

Ergonomic handle

Stock*
Weight Price each

Part number L ØT ØC P (g) 1 to 59
PSPD18-118-12 118 12 28 113 52 -  4,22 F 
PSPD18-118-14 118 14 28 113 45 -  3,92 F 
PSPD18-118-16 118 16 28 113 40 4  3,62 F 
PSPD18-118-18 118 18 28 113 35 4  3,24 F 
PSPD18-118-20 118 20 28 113 28 4  2,47 F 
PSPD18-118-21 118 21 28 113 26 -  2,29 F 
PSPD18-118-22 118 22 28 113 22 4  2,11 F 
PSPD18-118-22L 118 22 28 113 19 -  2,17 F 

Stock*

*Subject to availability - Dimensions in mm



www.ctmeca.com Tel. +(39) 011 760 95 0534 info2@ctmeca.comTel. +(39) 011 760 95 05 35aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

For tubes Ø18 and Ø22 PSPD40

Knurled cylindrical handle
- Smooth blind hole
- Working T°: 0°C to +70°C
- Material:
     Black PVC

.Assembly.
-  Fit using a mallet, no adhesive 

required

.Advantages.
- Ergonomic handle for excellent grip

Flexible tube handle

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

P

L A

ØT
B

Typical application

Ergonomic handle

Stock*
Weight Price each

Part number L A B ØT P (g) 1 to 59
PSPD40-112-18 112 26 40 18 106 49 4  4,69 F 
PSPD40-112-22 112 26 40 22 106 47 4  4,69 F 

*Subject to availability - Dimensions in mm

Stock*
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For Ø18 - Ø33 tubes

Tube Weight Price each
Part number ØT L ØD ØD1 P (g) 1 to 59

PSPT18-115 18-19 115 31 44 110 62 4  3,22 F 
PSPT20-115 20-21 115 31 44 110 56 4  2,84 F 
PSPT22-115 22-23 115 31 44 110 46 4  2,46 F 
PSPT24-125 24-25 125 36 49 120 72 4  3,67 F 
PSPT26-125 26 125 36 49 120 60 4  3,22 F 
PSPT27-125 27-28 125 36 49 120 50 4  3,10 F 
PSPT29-125 29 125 36 49 120 50 4  3,10 F 
PSPT30-130 30 130 42 51 125 92 4  3,67 F 
PSPT33-130 33 130 42 51 125 74 4  3,22 F 

PSPT

- Tube handle with collar
- Smooth interior
- M aterial: 

Black PVC

.Assembly.
-  Fit using a mallet,  

no adhesive required

.Advantages.
-  Resists oil, shocks and low 

temperatures 

60+
-5%

200+
On request

100+
-10%

1+
List

Qty
Disc.

DISCOUNTS

ØD

ØT
ØD1

P L

Flexible tube handle

Typical application

*Depending on availability - Dimensions in mm

Stock*
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Carrying handle   

Handle PX399-BR:
-  The plate and ring of the handle are not  

solidly attached
- Plate: 1mm thick formed steel
- Ring: formed wire Ø4.9mm

Handle PO301-ZB:
-  Reduced height saves space
- Ring is secured to plate
- Pressed plate, 1.5mm
- 5 fixing holes Ø5.5mm
- Ring: steel wire 8mm
-  Plate secured using 4 x light alloy rivets Ø3mm

Handle PX399-BR

Handle PO301-ZB

125

116

36

5

31 48
66,5

10

48,5 48,5 1,51,2

Ø8

38,5 38,5
5 holes

Ø5,5

14,5

4 assembly rivets

96

Steel PX
PO

*Subject to availability - Dimensions in mm

Price each
1 to 5Finish Fixing

Max. load   
per handle

(kgf)
Weight

(kg)

PO301-ZB

78

40

28

6

51,5

Ø5,2

18

62 Ø4,9

PX399-BR

Ordinary carry handle
PX399-BR Unfinished With holes - 0,049 4  1,73 F 
Riveted carrying handle
PO301-ZB White zinc With holes 60 0,023 4  9,58 F 

Stock*

DISCOUNTS
Qty 1+ 6+ 20+ 50+ 250+ 400+

Disc. List -5% -10% -15% -25% On request

 Part number

Typical application



www.ctmeca.com Tel. +(39) 011 760 95 0538 info2@ctmeca.comTel. +(39) 011 760 95 05 39aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

Front fixing handle
PGMT

-  Push/pull handle
- Front fixing
- M aterials:  

Galvanised steel 
Stainless steel, 304

.Info..
-  The handle is made from 

pre-galvanized steel.
-  Cut edges and holes may therefore 

not be galvanised

Weight Price each
Part number Material Finish A B C F (g) Stock* 1 to 5
PGMT107-4/AG Galvanised steel Natural 107 21 15 120 32 4  4,43 F 
PGMT107-4/SS Stainless steel 304 Deburred 107 21 15 120 32 4  8,49 F 

Steel or stainless steel

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -5% -15% On request

Ø4.3 A

C

B

F

2

steel or 

stainless 

steel

107

Economy range

Typical application

*Depending on availability - Dimensions in mm
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PGM

-  Gripping handle for both  
pushing and pulling

- Rear mounting
- M aterial:  

Black glass-fibre reinforced thermoplastic, 
brass threaded insert

F1 F2 Price each
Part number A B ØD D1 H H1 L T (N) (N) Stock* 1 to 5
PGM86-M5 86 20 M5 12,5 40 28 98,5 10 4000 1500 4  7,90 F 

PGM86-M6 86 20 M6 12,5 40 28 98,5 9 4000 1500 4  8,30 F 
PGM94-M5 94 20 M5 12,5 40 28 106,5 10 3300 1600 4  8,27 F 
PGM94-M6 94 20 M6 12,5 40 28 106,5 9 3300 1600 4  8,52 F 
PGM117-M5 117 25 M5 16,0 50 34 134,0 10 4400 1800 4  8,80 F 
PGM117-M6 117 25 M6 16,0 50 34 134,0 9 4400 1800 -  9,32 F 
PGM117-M8 117 25 M8 16,0 50 34 134,0 14 4400 1800 4  9,57 F 
PGM120-M5 120 25 M5 16,0 50 34 134,0 10 5200 2400 -  9,07 F 
PGM120-M6 120 25 M6 16,0 50 34 134,0 9 5200 2400 4  9,57 F 
PGM120-M8 120 25 M8 16,0 50 34 134,0 14 5200 2400 4  9,82 F 
PGM132-M5 132 25 M5 16,0 50 34 148,0 10 3700 2600 4  9,32 F 
PGM132-M6 132 25 M6 16,0 50 34 148,0 9 3700 2600 4  10,07 F 
PGM132-M8 132 25 M8 16,0 50 34 148,0 14 3700 2600 -  10,35 F 
PGM150-M6 150 29 M6 18,0 58 40 168,0 15 5900 1900 -  11,03 F 
PGM150-M8 150 29 M8 18,0 58 40 168,0 14 5900 1900 -  11,15 F 
PGM150-M10 150 29 M10 18,0 58 40 168,0 14 5900 1900 -  11,89 F 
PGM179-M8 179 29 M8 18,0 58 40 197,0 14 3800 3200 4  12,84 F 
PGM179-M10 179 29 M10 18,0 58 40 197,0 14 3800 3200 -  13,19 F 

Thermoplastic

86 to 179

A

AH
H1

A
L

ØD

T
B

Section A-A

D1

Push/pull handle

F1

F2

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -5% -15% On request

*Depending on availability - Dimensions in mm



www.ctmeca.com Tel. +(39) 011 760 95 0540 info2@ctmeca.comTel. +(39) 011 760 95 05 41aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

PGM

-  Gripping handle for both 
pushing and pulling

- Rear mounting
- M aterials:  

Aluminium, natural finish 
Aluminium, polished 
Chromed brass 
Nickel plated brass

Weight Price each
Part number Material Finish A B ØD L ØM (g) 1 to 5
PGM52-M4/ALA aluminium anodized, natural 52 34 8 10 M4 14 4  9,99 F 
PGM80-M4/ALA aluminium anodized, natural 80 34 8 12 M4 17 -  8,41 F 
PGM100-M4/ALP aluminium polished 100 30 7 8 M4 14 4  6,01 F 
PGM100-M4/ALA aluminium anodized, natural 100 34 8 12 M4 20 4  8,89 F 
PGM100-M4/BRC brass chromed 100 30 7 8 M4 44 4  8,79 F 
PGM100-M4/BRN brass nickel plated 100 30 7 8 M4 44 -  10,33 F 
PGM120-M4/ALA aluminium anodized, natural 120 34 8 10 M4 23 4  9,45 F 

Aluminium or brass

B

L

ØM

A

ØD

52 to 120

brass

aluminium

Push/pull handle

Stock*

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -5% -15% On request

*Depending on availability - Dimensions in mm
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PGMSS

-  Gripping handle for both 
pushing and pulling

- Rear mounting
- M aterial:  

Stainless steel 304, satin polished

Load Price each
Part number A B C C1 ØD H T (N) Stock* 1 to 5
PGM100-M5/SS 100 108 8 12 M5 39 10 1000 4  18,92 F 
PGM120-M5/SS 120 128 8 12 M5 39 10 1000 4  19,50 F 
PGM150-M5/SS 150 160 10 15 M5 39 10 1000 4  21,09 F 
PGM180-M5/SS 180 190 10 15 M5 39 10 1000 4  22,79 F 

Stainless steel

stainless steel

100 to 180

H

T

ØD
A
B

C

C1

Stainless steel push/pull handle

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -5% -15% On request

*Depending on availability - Dimensions in mm
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Pull handle
ThermoplasticPCA

F

E
B
A

ØD
H

C

Gripping handle for both pushing and 
pulling
- Rear mounting
- Working T° -30°C to +130°C
- Materials:
     Thermoplastic PA6 glass fiber reinforced
     Brass inserts with tapped blind hole

.Advantages.
- Very strong
-  110mm and 120mm centres correspond to 

German standards
- No product retention

Weight Price each
Part number B A E F C H ØD (g) 1 to 5
PCA93-M5 93,5±0,5 111 23 36 29 9 M5 41  5,41 F 
PCA93-M6 93,5±0,5 111 23 36 29 9 M6 42  5,41 F 
PCA105-M5 105±0,5 121 26 37 29 9 M5 46  5,79 F 
PCA105-M6 105±0,5 121 26 37 29 9 M6 48  5,79 F 
PCA110-M5 110±0,5 133 26 40 32 9 M5 58  6,30 F 
PCA110-M6 110±0,5 133 26 40 32 9 M6 60  6,30 F 
PCA117-M5 117±1 133 26 40 32 9 M5 57  6,51 F 
PCA117-M6 117±1 133 26 40 32 9 M6 59  6,51 F 
PCA117-M8 117±1 133 26 40 32 9 M8 61  6,51 F 
PCA120-M8 120±1 137 26 40 32,5 9 M8 58  6,61 F 
PCA132-M8 132±1 150 26 45 37 9 M8 68  7,52 F 
PCA150-M8 150±1 169 27 45 37 9 M8 76  8,41 F 
PCA179-M8 179±1 200 28 51 42 9 M8 101  9,61 F 
PCA179-M10 179±1 200 28 51 42 13 M10 101  9,64 F 

DISCOUNTS
Qty 1+ 6+ 20+ 50+ 100+ 250+

Disc. List -5% -10% -15% -20% On request

Dimensions in mm

New centers
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Gripping handle for both pushing 
and pulling
- Blind handle, without finger hole
- Fixing with screws (not supplied)
- Working T°: -20°C to +110°C
- Material:
      Glass fiber reinforced black 

thermoplastic PP
     Orange cap RAL2004

.Advantages.
-  The shape of the handle prevents the 

complete passage of the fingers and 
thus protects them from a shearing 
effect

Thermoplastic PSEC

Weight Price each
Part number B A E F C H ØD (g) 1 to 5
PSEC110-6 110+/-1 128 25 44 24 85 6,5 62  6,36 F 

Dimensions in mm

Security pull hand

DISCOUNTS
Qty 1+ 6+ 20+ 50+ 100+ 250+

Disc. List -5% -10% -15% -20% On request

ØD

C

H
B
A

E

F

Prevents pinching

Protect the 
fingers
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Recessed handle, clip-in
PENC

-  Handle for carrying or push/pull operations, 
mounting by clipping into a panel 
M aterial:  

Black thermoplastic (ABS)

.Info..
-  Gripping force is 750N per pair in steel 

and sheet metal housings

.Applications.
-   Ideal for use on metal enclosures or drawers

For wall Price
Mounting thickness Load each

Part number A A1 B B1 T hole (mm) (N) Stock* 1 to 5
PENC40-90 90 79 40,0 30,0 16 83X34 0,75 to 1,5 375 4  5,82 F 
PENC56-110 110 95 56,3 33,8 18 103X49 0,75 to 1,5 375 4  6,60 F 
PENC79-187 187 164 79,0 54,0 22 171X73 1,5 to 2 375 4  8,57 F 

Thermoplastic

DISCOUNTS
Qty 1+ 6+ 20+ 50+ 100+ 250+

Disc. List -5% -10% -15% -20% On request

A

B1

A1

B

T

Typical application

*Depending on availability - Dimensions in mm
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Recessed handle, screw fixing
PENV

-  Handle for carrying or push/pull  
operations, mounts by clipping  
into a panel.

- M  aterial:  
Black thermoplastic (ABS)

.Info..
- Maximum load: 500N per pair

.Applications.
- Ideal for use on metal enclosures or drawers

Load Price each
Part number A A1 A2 B B1 B2 T (N) Stock* 1 to 5
PENV79-131 131 112 94 79,0 40,0 58,8 58 250 4  7,60 F 

Thermoplastic

DISCOUNTS
Qty 1+ 6+ 20+ 50+ 100+ 250+

Disc. List -5% -10% -15% -20% On request

Improved grip

A
A2

B B1 B2

T

112
104

Ø3,5
5058,8

3,6

Mounting holes

A1 DIN 74-Af3

Typical application

*Depending on availability - Dimensions in mm
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- Closed by latching
- High strength
-  Lever locks on the mounting bracket 

(Especially useful in case of vibration).
- Can be locked
- “Ammunition box” style clasp
- M aterials: 

White zinc plated steel 
18/8 stainless steel, natural finish

 Installation.
-  Approximate mounting dimension: Using an AC157 

catch plate, X = 94 mm for a tension of about 
150daN (for the long version)

-  Dimension X taken on the first hole 
of the hook.

 Accessories.
-  AC156-ZB, AC156-SS, AC157-ZB 

and AC157-SS catch plates 
(p. 47)

Recommended in case of vibration
Rigid toggle latch
GE32

Mounting Max
Lever plate tension Weight Price each

Part number Material Wire Ø thickness thickness (N) (g) Stock* 1 to 50
GE32-ZB Steel 5,00 20/10th 20/10th 2500 103 4  3,17 F 
GE32-SS Stainless steel 5,00 20/10th 20/10th 2500 109 4  13,02 F 

DISCOUNTS
Qty 1+ 51+ 101+ 250+ 400+

Disc. List -10% -15% -20% On request

Steel or 

stainless steel

22

27,5

70,3

90

1540

24,5

Ø5 2xØ5,2

40

*Depending on availability - Dimensions in mm
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-  Closed by latching
- M aterials: 

White zinc plated steel 
18/8 stainless steel, natural finish

 Accessories.
-  GE32-ZB and GE32-SS toggle latches 

(p. 46)

25.5mm wide version
Catch plate for toggle latch

AC156 
AC157

Weight Price each
Part number Material Suitable for latch  (g) Stock* 1 to 50
Right angled
AC156-ZB Steel GE32-ZB 59 4  1,24 F 
AC156-SS Stainless steel GE32-SS 59 4  4,67 F 
Flat
AC157-ZB Steel GE32-ZB 59 4  1,01 F 
AC157-SS Stainless steel GE32-SS 59 4  4,67 F 

DISCOUNTS
Qty 1+ 51+ 101+ 250+ 400+

Disc. List -10% -15% -20% On request

Steel or 

stainless steel

13,5
Ø8

25,5

90
AC157

40 15

Ø5,2

315

Ø8

25,5

86
AC156

40 15

Ø5,2

2072

3

13,5

*Depending on availability - Dimensions in mm
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In seriesIn parallel In parallel and 
in series

SteelRBS
Disc springs DIN 2093

- Disc spring washer
-  Belleville (spring) washer conforming 

to DIN 2093
- Sold in packs

 Advantages
- Exerts large forces
- Usable under severe conditions

 Info.
-  When compressed, internal Di reduces 

while outside diameter Du increases
-  Dynamic washers can be assembled 

into columns of multiple washers in 
different configurations to obtain the 
performance required, e.g. a longer 
stroke than a single washer would give 
or a higher force for a shorter stroke. 

Lo Ln

Di
t

Du

*Depending on availability - Dimensions in mm

Diameter Free Loaded Load Qty Price
Outside Internal Thickness length length in Ln (N) per per

Part number Du Di t Lo Ln Fn pack pack
RBS8214/L 8,00 3,20 0,30 0,55 0,36 106 200 4  28,09 F 
RBS8215/L 8,00 3,20 0,40 0,60 0,45 185 200 -  28,09 F 
RBS8216/L 8,00 4,20 0,30 0,55 0,36 118 200 4  28,09 F 
RBS8217/L 8,00 4,20 0,40 0,60 0,45 206 200 -  28,09 F 
RBS8227/L 10,00 3,20 0,30 0,65 0,39 100 200 -  32,76 F 
RBS8228/L 10,00 3,20 0,40 0,70 0,47 181 200 -  32,76 F 
RBS8229/L 10,00 3,20 0,50 0,75 0,56 282 200 -  32,76 F 
RBS8230/L 10,00 4,20 0,40 0,50 0,47 191 200 -  32,76 F 
RBS8231/L 10,00 4,20 0,50 0,75 0,56 296 200 -  32,76 F 
RBS8232/L 10,00 4,20 0,60 0,85 0,66 490 200 -  32,76 F 
RBS8233/L 10,00 5,20 0,40 0,70 0,53 209 200 4  32,76 F 
RBS8234/L 10,00 5,20 0,50 0,75 0,56 326 200 4  32,76 F 
RBS8239/L 12,00 4,20 0,40 0,80 0,50 181 200 -  32,76 F 
RBS8240/L 12,00 4,20 0,50 0,85 0,59 288 200 -  32,76 F 
RBS8242/L 12,00 5,20 0,50 0,90 0,60 349 200 -  32,76 F 
RBS8243/L 12,00 5,20 0,60 0,95 0,69 581 200 4  32,76 F 
RBS8244/L 12,50 6,20 0,50 0,85 0,59 331 200 4  32,76 F 
RBS8247/L 12,50 6,20 0,70 1,00 0,77 659 200 4  42,14 F 
RBS8256/L 14,00 7,20 0,50 0,90 0,60 279 200 4  42,14 F 
RBS8257/L 14,00 7,20 0,80 1,10 0,87 796 200 -  42,14 F 

Stock*

DISCOUNTS
Qty 1+ 6+ 10+

Disc. List -10% On request
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RBS

*Depending on availability - Dimensions in mm

Diameter Free Loaded Load Qty Price
Outside Internal Thickness length length in Ln (N) per per

Part number Du Di t Lo Ln Fn pack pack
RBS8259/L 15,00 5,20 0,40 0,95 0,54 178 200 -  42,14 F 
RBS8260/L 15,00 5,20 0,50 1,00 0,62 279 200 -  42,14 F 
RBS8261/L 15,00 5,20 0,60 1,05 0,71 407 200 -  42,14 F 
RBS8262/L 15,00 5,20 0,70 1,10 0,80 563 200 -  42,14 F 
RBS8263/L 15,00 6,20 0,50 1,00 0,62 292 200 -  42,14 F 
RBS8264/L 15,00 6,20 0,60 1,05 0,71 424 200 4  42,14 F 
RBS8265/L 15,00 6,20 0,70 1,10 0,80 583 200 4  42,14 F 
RBS8266/L 15,00 8,20 0,70 1,10 0,80 666 200 -  42,14 F 
RBS8267/L 15,00 8,20 0,80 1,20 0,90 1005 200 4  46,85 F 
RBS8272/L 16,00 8,20 0,60 1,05 0,71 410 200 -  42,14 F 
RBS8273/L 16,00 8,20 0,90 1,25 0,99 1010 200 4  46,85 F 
RBS8275/L 18,00 6,20 0,40 1,00 0,55 141 200 4  42,14 F 
RBS8276/L 18,00 6,20 0,50 1,10 0,65 245 200 -  42,14 F 
RBS8277/L 18,00 6,20 0,60 1,20 0,75 400 200 -  46,85 F 
RBS8278/L 18,00 6,20 0,70 1,25 0,84 561 200 -  46,85 F 
RBS8279/L 18,00 6,20 0,80 1,30 0,92 735 200 -  52,89 F 
RBS8280/L 18,00 8,20 0,70 1,25 0,84 601 200 4  46,85 F 
RBS8281/L 18,00 8,20 1,00 1,30 0,92 781 200 4  51,53 F 
RBS8282/L 18,00 9,20 0,70 1,20 0,82 566 200 -  46,85 F 
RBS8283/L 18,00 9,20 1,00 1,40 1,10 1255 200 -  51,53 F 
RBS8291/L 20,00 8,20 0,60 1,30 0,77 413 200 4  46,85 F 
RBS8292/L 20,00 8,20 0,70 1,35 0,86 577 200 -  46,85 F 
RBS8293/L 20,00 8,20 0,80 1,40 0,95 760 200 4  51,53 F 
RBS8295/L 20,00 10,20 0,80 1,35 0,94 748 200 -  51,53 F 
RBS8296/L 20,00 10,20 0,90 1,45 1,04 1064 200 -  51,53 F 
RBS8297/L 20,00 10,20 1,00 1,55 1,14 1422 200 -  56,22 F 
RBS8298/L 20,00 10,20 1,10 1,55 1,21 1520 200 -  56,22 F 
RBS8301/L 22,50 11,20 0,80 1,45 0,96 707 200 -  51,53 F 
RBS8302/L 22,50 11,20 1,25 1,75 1,37 1932 200 -  101,37 F 
RBS8303/L 23,00 8,20 0,70 1,50 0,90 549 200 -  51,53 F 
RBS8304/L 23,00 8,20 0,80 1,55 0,99 730 200 -  51,53 F 
RBS8305/L 23,00 8,20 0,90 1,70 1,10 1079 200 -  56,22 F 
RBS8309/L 23,00 10,20 0,90 1,65 1,09 1059 200 -  56,22 F 
RBS8310/L 23,00 10,20 1,00 1,70 1,17 1314 200 4  65,58 F 
RBS8311/L 23,00 12,20 1,25 1,85 1,40 2334 200 -  116,38 F 
RBS8313/L 25,00 12,20 0,90 1,60 1,07 862 200 4  60,90 F 
RBS8314/L 25,00 12,20 1,50 2,05 1,64 2922 200 4  118,90 F 
RBS8321/L 28,00 10,20 0,80 1,75 1,04 672 200 -  65,58 F 
RBS8322/L 28,00 10,20 1,00 2,00 1,25 1285 200 -  70,28 F 
RBS8324/L 28,00 12,20 1,00 1,95 1,24 1265 200 4  70,28 F 
RBS8325/L 28,00 12,20 1,25 2,10 1,46 2079 200 -  119,55 F 
RBS8326/L 28,00 12,20 1,50 2,25 1,69 3079 200 -  127,21 F 
RBS8327/L 28,00 14,20 1,00 1,80 1,20 1108 200 -  70,28 F 
RBS8328/L 28,00 14,20 1,25 2,10 1,46 2236 200 -  119,55 F 
RBS8329/L 28,00 14,20 1,50 2,15 1,66 2844 200 -  158,60 F 

Stock*

DISCOUNTS
Qty 1+ 6+ 10+

Disc. List -10% On request
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*Depending on availability - Dimensions in mm

RBS
Disc springs DIN 2093

In seriesIn parallel In parallel and 
in series

- Disc spring washer
-  Belleville (spring) washer conforming  

to DIN 2093
- Sold in packs

 Advantages
- Exerts large forces
- Usable under severe conditions

 Info.
-  When compressed, internal diameter 

Di reduces while outside diameter Du 
increases

-  Dynamic washers can be assembled into 
columns of multiple washers in different 
configurations to obtain the performance 
required, e.g. a longer stroke than a 
single washer would give or a higher force 
for a shorter stroke. 

Ln

Di
t

Du

Lo

Steel

Diameter Free Loaded Load Qty Price
Outside Internal Thickness length length in Ln (N) per per

Part number Du Di t Lo Ln Fn pack pack
RBS8334/L 31,50 16,30 1,25 2,15 1,47 1912 100 4  60,84 F 
RBS8335/L 31,50 16,30 1,75 2,45 1,92 3874 100 4  73,59 F 
RBS8345/L 34,00 14,30 1,25 2,40 1,54 2010 100 -  82,04 F 
RBS8346/L 34,00 14,30 1,50 2,55 1,76 2991 100 -  81,07 F 
RBS8347/L 34,00 16,30 1,50 2,55 1,76 3187 100 -  85,97 F 
RBS8348/L 34,00 16,30 2,00 2,85 2,41 5776 100 -  90,09 F 
RBS8352/L 35,50 18,30 1,25 2,25 1,50 1716 100 -  70,65 F 
RBS8353/L 35,50 18,30 2,00 2,80 2,20 5256 100 -  94,30 F 
RBS8364/L 40,00 16,30 1,50 2,80 1,82 2775 100 -  108,62 F 
RBS8365/L 40,00 16,30 2,00 3,10 2,27 5247 100 -  137,07 F 
RBS8366/L 40,00 18,30 2,00 3,15 2,29 5688 100 -  140,63 F 
RBS8367/L 40,00 20,40 1,50 2,65 1,79 2648 100 4  105,69 F 
RBS8368/L 40,00 20,40 2,00 3,10 2,27 5766 100 4  109,60 F 
RBS8369/L 40,00 20,40 2,25 3,15 2,47 6551 100 -  116,01 F 
RBS8370/L 40,00 20,40 2,50 3,45 2,74 9512 100 -  137,27 F 

Stock*

DISCOUNTS
Qty 1+ 6+ 10+

Disc. List -10% On request
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400 N Molla a gas regolabile Øtubo 15mm
Forza di regolazione fino a 400N GSA15

400 N

Forza Prezzo unit.
Codice Corsa L ØD1 ØD2 ØN A P E ØM (N) da 1 a 2
GSA-15-60A 60 147 15 6 6,1 10 16 6 M5 400 4  96,40 F 
GSA-15-100A 100 227 15 6 6,1 10 16 6 M5 400 4  100,82 F 
GSA-15-150A 150 327 15 6 6,1 10 16 6 M5 400 4  102,21 F 
GSA-15-200A 200 427 15 6 6,1 10 16 6 M5 400 4  111,04 F 
Vite di regolazione
GSI-15-U5 Per molla a gas GSA-15 e GSI-15 4  21,26 F 

- Molla a gas
-  Funzionamento in compressione
-  Valvola integrata
- Progressione: circa 27%
-  Velocità e ammortizzamento: 

Velocità normale, ammortizzamento  
medio su 10mm circa

-  T° di utilizzo: da -30° a 80°
-  Materiali: 

Stelo in acciaio con trattamento  
ceramico (resistenza alla corrosione  
216h a norma DIN50021SS) 
Corpo in acciaio vernice  
epossidica nera

Importante: durante l’utilizzo  
lo stelo deve essere rivolto  
verso il basso

.Regolazione.
-  Le molle a gas sono riempite  

di gas alla forza indicata 
Per ottenere la forza  
desiderata, lasciar fuoriuscire  
del gas dalla valvola di  
decompressione

ATTENZIONE: una volta svuotata,  
non è possibile ricaricare la molla  
a gas

.Applicazioni.
-  Apertura e chiusura del cofano  

più agevole
-  Minore sforzo

SCONTI PER QUANTITÀ Vite di regolazione
Qtà 1+ 3+
Sc. Prezzo Su richiesta

SCONTI PER QUANTITÀ molla a gas
Qtà 1+ 3+ 6+
Sc. Prezzo -10% Su richiesta

Regolazione: effettuata con vite di regolazione
2 3 41

Ø15

Ø6

N

A
P

ØD2

ØM ØM

Corsa L+/-2mm uscita stelo
ØD1

P

Spessore E

Stock*

*Nei limiti delle disponibilità - Dimensioni in mm
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SCONTI PER QUANTITÀ Vite di regolazione
Qtà 1+ 3+
Sc. Prezzo Su richiesta

SCONTI PER QUANTITÀ molla a gas
Qtà 1+ 3+ 6+
Sc. Prezzo -10% Su richiesta

- Molla a gas
-  Funzionamento in compressione
- Valvola integrata
- Progressione: circa 40%
-  Velocità e ammortizzamento: 

Velocità lenta, ammortizzamento forte 
da 20 mm a 60mm circa a seconda 
della corsa

-  T° di utilizzo: da -30°C a +80°C
-  Materiali :

Stelo in acciaio con trattamento  
ceramico (resistenza alla corrosione 
216h a norma DIN50021SS) 
Corpo in acciaio vernice  
epossidica nera

Importante: durante l’utilizzo  
lo stelo deve essere rivolto verso  
il basso

.Regolazione.
-  Le molle a gas sono riempite  

di gas alla forza indicata 
Per ottenere la forza  
desiderata, lasciar fuoriuscire  
del gas dalla valvola di  
decompressione

ATTENZIONE: una volta svuotata,  
non è possibile ricaricare la molla  
a gas

.Applicazioni.
-  Apertura e chiusura del cofano  

più agevole
-  Minore sforzo

Molla a gas regolabile Øtubo 19mm
Forza di regolazione fino a 700NGsa19

700 N

Forza Prezzo unit.
Codice Corsa L ØD1 ØD2 ØN A P E ØM (N) da 1 a 2
GSA-19-100A 100 264 19 8 8,1 10 20 10 M8 700 4  109,88 F 
GSA-19-150A 150 364 19 8 8,1 10 20 10 M8 700 4  111,97 F 
GSA-19-200A 200 464 19 8 8,1 10 20 10 M8 700 4  114,76 F 
GSA-19-250A 250 564 19 8 8,1 10 20 10 M8 700 4  118,94 F 
Vite di regolazione
GSI-22-U8 Per molla a gas GSA-19, GSA-22 e GSI-22 4  21,52 F 

Regolazione: effettuata con vite di regolazione
2 3 41

Ø19

Ø8

N

A
P

ØD2 ØD1
PL+/-2mm uscita steloCorsa

ØM ØM
Spessore E

Stock*

*Nei limiti delle disponibilità - Dimensioni in mm
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Molla a gas regolabile Øtubo 22mm
Forza di regolazione fino a 1300N GSA22

1300 N

Forza Prezzo unit.
Codice Corsa L ØD1 ØD2 ØN A P E ØM (N) da 1 a 2
GSA-22-100A 100 264 22 10 8,1 10 20 10 M8 1300 -  112,43 F 
GSA-22-150A 150 364 22 10 8,1 10 20 10 M8 1300 -  114,29 F 
GSA-22-200A 200 464 22 10 8,1 10 20 10 M8 1300 4  119,40 F 
GSA-22-250A 250 564 22 10 8,1 10 20 10 M8 1300 4  121,03 F 
Vite di regolazione
GSI-22-U8 Per molla a gas GSA-19, GSA-22 e GSI-22 4  21,52 F 

- Molla a gas
-  Funzionamento in compressione
-  Valvola integrata
-  Progressione: circa 45%
-  Velocità e ammortizzamento: 

Velocità lenta, ammortizzamento forte 
da 20mm a 70mm circa 
a seconda della corsa

-  T° di utilizzo: da -30°C a + 80°C
-  Materiali : 

Stelo in acciaio con trattamento  
ceramico (resistenza alla corrosione  
216h a norma DIN50021SS) 
Corpo in acciaio vernice  
epossidica nera

Importante: durante l’utilizzo 
lo stelo deve essere rivolto verso 
il basso

.Regolazione.
-  Le molle a gas sono riempite  

di gas alla forza indicata 
Per ottenere la forza  
desiderata, lasciar fuoriuscire  
del gas dalla valvola di  
decompressione

ATTENZIONE: una volta svuotata,  
non è possibile ricaricare la molla  
a gas

.Applicazioni.
-  Apertura e chiusura del cofano  

più agevole
-  Minore sforzo

Regolazione: effettuata con vite di regolazione
2 3 41

Ø22

Ø10

SCONTI PER QUANTITÀ Vite di regolazione
Qtà 1+ 3+
Sc. Prezzo Su richiesta

SCONTI PER QUANTITÀ molla a gas
Qtà 1+ 3+ 6+
Sc. Prezzo -10% Su richiesta

N

A
P

ØD2

ØM ØM

Corsa L+/-2mm uscita stelo
ØD1

P

Spessore E

*Nei limiti delle disponibilità - Dimensioni in mm

Stock*
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- Molla a gas inox
-  Materiali:

Corpo e stelo: inox 
Puntale: inox

-  Funzionamento in compressione
-  Fluido di riempimento: azoto-olio
-  T° di utilizzo: da -20° a 80°
-  Lunghezza di ammortizzamento  

(con olio): 
Dimensione 6: circa 10 mm 
Dimensione 10: circa 20 mm

-  Tolleranza di riempimento:  
da -20N a +40N

Importante: durante l'utilizzo  
lo stelo deve essere rivolto  
verso il basso

.Opzioni.
-  A partire da 5 pezzi, 

forza preregolata secondo le vostre esigenze 
Dimensione 6: da 10N a 400N 
Dimensione 10: da 80N a 1.300N

.Applicazioni.
-  Apertura e chiusura del cofano più agevole
-  Minore sforzo

N

A
P

ØD2
Corsa L+/-2mm  uscita stelo

ØD1
P

Spessore E

Forza Prezzo unit.
Codice Corsa L ØD1 ØD2 ØN A P E (N) da 1 a 2
Dimensione 6
GSI-15-060-50 60 149 15 6 6,1 10 16 6 50  256,80 F 
GSI-15-100-80 100 229 15 6 6,1 10 16 6 80  269,72 F 
GSI-15-150-100 150 329 15 6 6,1 10 16 6 100  291,80 F 
Dimensione 10
GSI-22-50-80 50 164 22 10 8,1 14 20 10 80  305,19 F 
GSI-22-100-100 100 264 22 10 8,1 14 20 10 100  321,48 F 
GSI-22-150-200 150 364 22 10 8,1 14 20 10 200  328,25 F 
GSI-22-200-300 200 464 22 10 8,1 14 20 10 300  369,46 F 
GSI-22-250-400 250 564 22 10 8,1 14 20 10 400  380,85 F 

Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 3+
Sc. Prezzo Su richiesta

inox

Ø15
Ø6

Molla a gas inox
inox Forza fino da 50 a 400NGSI

400 N
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N

A
P

ØD2
Corsa L+/-2mm  uscita stelo

ØD1
P

Spessore E

Regolazione: effettuata con vite di regolazione
2 3 41

Dimensioni in mm

Forza Prezzo unit.
Codice Corsa L ØD1 ØD2 ØN A P E (N) da 1 a 2
Dimensione 6
GSI-15-060-400A 60 149 15 6 6,1 10 16 6 400  248,76 F 
GSI-15-100-400A 100 229 15 6 6,1 10 16 6 400  261,70 F 
GSI-15-150-400A 150 329 15 6 6,1 10 16 6 400  292,24 F 
Dimensione 10
GSI-22-050-1000A 50 164 22 10 8,1 14 20 10 1000  305,19 F 
GSI-22-100-1000A 100 264 22 10 8,1 14 20 10 1000  331,34 F 
GSI-22-150-1000A 150 364 22 10 8,1 14 20 10 1000  339,34 F 
GSI-22-200-1000A 200 464 22 10 8,1 14 20 10 1000  358,52 F 
GSI-22-250-1000A 250 564 22 10 8,1 14 20 10 1000  369,67 F 
Vite di regolazione
GSI-15-U5 Molla a gas GSI-15  21,26 F 
GSI-22-U8 Molla a gas GSI-22  21,52 F 

SCONTI PER QUANTITÀ
Qtà 1+ 3+
Sc. Prezzo Su richiesta

inox

Ø22
Ø10

Molla a gas regolabile inox
Forza regolabile fino a 1000N GSIa

1000 N

- Molla a gas inox
-  Materiali:

Corpo e stelo: inox 
Puntale: inox

-  Funzionamento in compressione
-  Fluido di riempimento: azoto-olio
-  T° di utilizzo: da -20° a 80°
-  Lunghezza di ammortizzamento  

(con olio): 
Dimensione 6: circa 10 mm 
Dimensione 10: circa 20 mm

-  Tolleranza di riempimento:  
da -20N a +40N

Importante: durante l'utilizzo  
lo stelo deve essere rivolto verso  
il basso

.Regolazione.
-  Le molle a gas sono riempite  

di gas alla forza indicata 
Per ottenere la forza desiderata, lasciar 
fuoriuscire del gas dalla valvola di 
decompressione 
ATTENZIONE: una volta svuotata, non  
è possibile ricaricare la molla a gas

.Applicazioni.
-  Apertura e chiusura del cofano più 

agevole
-  Minore sforzo
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Molla a gas
Istruzioni

Utilizzare solo il 
gambo in giù



www.ctmeca.com Tel. +(39) 011 760 95 0556 info2@ctmeca.comTel. +(39) 011 760 95 05 57aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

Straight clevis
For use with a male clevis CLR 

CLRSS

DISCOUNTS
Qty 1+ 6+ 10+ 15+ 20+

Disc. List -10% -15% -20% On request

F
ØD

HØG

CA
B

E

L

R ØT N

J

steel or

stainless steel

Max Price each
Part number A B C E F ØG H J ØD ØT N L R load (N) Stock* 1 to 5
Steel
CLR-6 51 36 9,5 2,5 9 6,5 20 18 13 6 4,0 6,5 2,5 500 4  17,81 F 
CLR-8 51 36 9,5 2,5 9 6,5 20 18 13 8 4,0 13 2,5 1800 4  17,81 F 
Stainless steel
CLR-6/SS 51 36 9,5 2,5 9 6,5 20 18 13 6 4,0 6,5 2,5 500 -  157,09 F 
CLR-8/SS 51 36 9,5 2,5 9 6,5 20 18 13 8 4,0 13 2,5 1800 4  144,00 F 
*Depending on availability - Dimensions in mm

- For attaching a gas spring
- M aterials: 

Steel 
316L stainless steel

.Advantages.
-  Allows gas springs to be mounted  

using a mounting plate and a  
CLM male clevis

 Accessories.
-  CLM male clevis
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Right angled mounting plate
For ball joint or clevisCNA

CNG
- For attaching a gas spring
- M aterials: 

Steel 
316L stainless steel

.Advantages.
-   Allows gas springs to be mounted 

by combining a mounting plate 
with a RAS/IBJ ball joint or a  
CLM clevis

 Accessories.
-  RAS ball joint or CLM clevis

Part number Max Price each 1 to 5
Steel S/steel A B C E F ØG H J K ØT N P load (N) Steel S/steel

CNA-4 - 19 16 3 1,5 4 3,4 10 5,75 4,25 4 3,5 4,5 180  15,81 F -
CNA-6 CNA-6/SS 40 34 5 2 10 5,3 16 10 10 6 6,0 7 400  17,81 F  70,69 F 
CNA-8 CNA-8/SS 40 34 5 2 10 5,3 16 10 10 8 7,0 11 1800  17,81 F  51,59 F 

Part number Max Price each 1 to 5
Steel S/steel A B C E F ØG H J K ØD L R load (N) Steel S/steel

CNG-3,5 - 19 16 3 1,5 4 3,4 10 5,75 4,25 8 12,5 4,5 180  32,61 F -
CNG-5 CNG-5/SS 40 34 5 2 10 5,3 16 10 10 8 13 5 400  17,81 F  72,67 F 
CNG-8 CNG-8/SS 40 34 5 2 10 5,3 16 10 10 13 14,5 5 1800  18,42 F  72,67 F 

DISCOUNTS
Qty 1+ 6+ 10+ 15+ 20+

Disc. List -10% -15% -20% On request

B

ØG
F

HE

CA

ØT

N P

J K

CNA
Use with a clevis

R ØD

L

CNG
Use with a  
ball joint

CNA CNG

steel or

stainless steel

Use with a clevis

Use with a ball joint

in stock*
Otherwise contact us

*Depending on availability - Dimensions in mm
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Surface mounting plate
For ball joint or clevis

- For attaching a gas spring
- M aterials: 

Steel 
316L stainless steel

.Advantages.
-   Allows gas springs to be mounted 

by combining a mounting plate 
with a RAS/IBJ ball joint or a  
CLM clevis

 Accessories.
-  RAS ball joint or CLM clevis

Part number Max Price each 1 to 5
Steel S/steel A B C E F ØG H J K ØT N P load (N) Steel S/steel

COA-4 - 18 13 1,5 5 5 4,3 16 1 2 4 4,5 4,5 180  18,57 F -
COA-6 COA-6/SS 18 13 1,5 5 5 4,3 15,6 1 2,5 6 6,5 6,5 180  17,81 F  93,75 F 
COA-8 COA-8/SS 55 23 3 7 10 5,3 30 2 5 8 10,0 11 1200  17,81 F  73,31 F 

Part number Max Price each 1 to 5
Steel S/steel A B C E F ØG H J ØD L R load (N) Steel S/steel

COG-3,5 - 18 13 1,5 5 5 4,3 16 1 8 13,5 5,5 180  17,41 F -
COG-5 COG-5/SS 18 13 1,5 5 5 4,3 15,6 1 8 13,5 5,5 180  17,81 F  91,64 F 
COG-8 COG-8/SS 55 23 3 7 10 5,3 30 2 13 17,5 8 1200  18,25 F  90,52 F 

DISCOUNTS
Qty 1+ 6+ 10+ 15+ 20+

Disc. List -10% -15% -20% On request

ØT

K

C
P

N

J

COA
Use with a clevis Use with a  

ball joint

L
R

ØD

COG

COA COG

steel or

stainless steel

Use with a clevis

Use with a ball joint

B
E

E A

F

H

ØD

ØG

in stock*
Otherwise contact us

COA
COG

*Depending on availability - Dimensions in mm
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Flexible bush
For multi-directional loadsARTE

-  Accepts radial, axial and torque loads
- Maintenance free
-  Materials: 

Cylindrical body: steel 
Insert: rubber NK50-60 Shore

.Advantages.
-  A flexible bush is a superior replacement 

for a mechanical linkage where there 
are oscillating movement or a pivoting 
movement of limited amplitude

*Depending on availability - Dimensions in mm

Price each
Part number ØD1 ØD2 L1 L2 Stock* 1 to 5
ARTE8-16-17 8 16 15 17 4  11,41 F 
ARTE8-16-28 8 16 25 28 4  13,35 F 
ARTE8-20-17 8 20 15 17 4  11,74 F 
ARTE8-22-16 8 22 10 16 -  13,12 F 
ARTE10-18-20 10 18 18 20 4  14,29 F 
ARTE10-20-24 10 20 20 24 4  27,22 F 
ARTE10-22-17 10 22 15 17 4  11,86 F 
ARTE10-22-30 10 22 25 30 4  12,77 F 
ARTE10-24-17 10 24 14 17 4  14,91 F 
ARTE10-25-24 10 25 20 24 4  15,20 F 
ARTE10-27-51 10 27 45 51 -  15,20 F 

DISCOUNTS
Qty 1+ 6+ 10+ 15+ 20+ 50+

Disc. List -10% -15% -20% -25% On request

ØD1

ØD2

L2 L1

LoadLoad

Load

Load

Load

   
  M

ult
i-directional loads
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ARTE

*Depending on availability - Dimensions in mm

Price each
Part number ØD1 ØD2 L1 L2 Stock* 1 to 5
ARTE12-22-24 12 22 22 24 4  13,35 F 
ARTE12-24-38 12 24 35 38 4  16,42 F 
ARTE12-25-28 12 25 25 28 4  15,51 F 
ARTE12-26-24 12 26 20 24 4  12,77 F 
ARTE12-26-36 12 26 32 36 -  15,79 F 
ARTE12-27-51 12 27 45 51 -  26,57 F 
ARTE12-27-68 12 27 60 68 4  23,75 F 
ARTE12-30-28 12 30 25 28 -  19,47 F 
ARTE12-30-34 12 30 28 34 -  19,47 F 
ARTE12-30-40 12 30 36 40 -  23,00 F 
ARTE12-30-44 12 30 39 44 4  23,13 F 
ARTE12-36-38 12 36 30 38 -  26,77 F 
ARTE13-30-40 13 30 40 40 -  23,13 F 
ARTE14-30-28 14 30 25 28 4  21,91 F 
ARTE14-30-76 14 30 67 76 -  24,05 F 
ARTE14-34-40 14 34 32 40 -  27,37 F 
ARTE14-46-45 14 46 37 45 -  38,64 F 
ARTE16-32-28 16 32 25 28 4  29,81 F 
ARTE16-32-54 16 32 50 54 -  29,81 F 
ARTE16-35-62 16 35 58 62 -  32,60 F 
ARTE16-40-38 16 40 32 38 -  29,81 F 
ARTE18-34-36 18 34 32 36 4  25,54 F 
ARTE18-34-42 18 34 36 42 4  25,54 F 
ARTE20-44-42 20 44 38 42 4  31,36 F 
ARTE20-45-30 20 45 30 30 -  27,37 F 
ARTE20-45-62 20 45 55 62 -  41,99 F 
ARTE20-45-70 20 45 64 70 -  45,65 F 
ARTE25-40-40 25 40 40 40 -  37,73 F 
ARTE25-45-56 25 45 50 56 -  41,99 F 
ARTE30-60-68 30 60 60 68 -  45,65 F 
ARTE30-65-70 30 65 70 70 -  52,95 F 
ARTE32-56-55 32 56 50 55 -  59,05 F 
ARTE40-75-70 40 75 57 70 -  93,52 F 
ARTE45-75-100 45 75 90 100 -  118,12 F 
ARTE50-70-60 50 70 60 60 -  87,68 F 
ARTE50-80-100 50 80 95 100 -  121,80 F 

DISCOUNTS
Qty 1+ 6+ 10+ 15+ 20+ 50+

Disc. List -10% -15% -20% -25% On request
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-  Fine corsa paracolpi conico in silicone per 
applicazioni con requisiti di igiene elevati

- M ateriali: 
Armatura inox 304 
Cilindro conico gomma siliconica 
(Elastosil MVQ)

- Durezza 55+/-5° shore A
- T° d’utilizzo: da -30°C a +200°C

 Applicazioni.
- Fine corsa - paracolpi
- Piede d’appoggio
-  Settore agroalimentare (conforme FDA), 

farmaceutico, medicale

D-KONSL Fissaggio maschio

Rigidità Carico Massa Prezzo unit.
Codice ØD1 ØD2 L2 ØD3 L1 S R (N/mm) max (N) Corsa (g) da 1 a 3
D-KON5-19-16/SL 19 M5 20 12,0 16 2 63 250 4,0 10 4  16,25 F 
D-KON6-25-20/SL 25 M6 25 16,5 20,5 2 90 460 5,1 19 4  17,41 F 
D-KON8-32-26/SL 32 M8 30 21,0 26 2 117 760 6,5 38 4  19,42 F 
D-KON8-38-32/SL 38 M8 30 24,5 32 2 113 900 8,0 56 4  38,76 F 
D-KON10-50-43/SL 50 M10 40 32,0 43 2 148 1580 10,7 110 4  53,03 F 

ØD1

ØD2

L1

L2

S

ØD3

Piedino antivibrante conico silicone

SCONTI PER QUANTITÀ
Qtà 1+ 4+ 15+
Sc. Prezzo -5% Su richiesta

inox

Stock*

*Nei limiti delle disponibilità - Dimensioni in mm
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E-KONSLFissaggio femmina

Rigidità Carico Massa Prezzo unit.
Codice ØD1 ØD2 ØD3 L1 S T R (N/mm) max (N) Corsa (g) da 1 a 3
E-KON5-19-16/SL 19 M5 12,0 16 2 5 63 250 4,0 7 4  16,81 F 
E-KON6-25-20/SL 25 M6 16,5 20,5 2 6 90 460 5,1 14 -  18,46 F 
E-KON8-32-26/SL 32 M8 21,0 26 2 8 117 760 6,5 20 4  20,89 F 
E-KON8-38-32/SL 38 M8 24,5 32 2 8 113 900 8,0 46 -  40,23 F 
E-KON10-50-43/SL 50 M10 32,0 43 2 10 148 1580 10,7 96 4  55,00 F 

ØD1

ØD2

L1

TS

ØD3

-  Fine corsa paracolpi conico in silicone per 
applicazioni con requisiti di igiene elevati

- M ateriali: 
Armatura inox 304 
Cilindro conico gomma siliconica 
(Elastosil MVQ)

- Durezza 55+/-5° shore A
- T° d’utilizzo: da -30°C a +200°C

 Applicazioni.
- Fine corsa - paracolpi
- Piede d’appoggio
-  Settore agroalimentare (conforme FDA), 

farmaceutico, medicale

Piedino antivibrante conico silicone

SCONTI PER QUANTITÀ
Qtà 1+ 4+ 15+
Sc. Prezzo -5% Su richiesta

inox

Stock*

*Nei limiti delle disponibilità - Dimensioni in mm
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Stainless steel telescopic furniture foot
With threaded studPTMR

Furniture foot with simple height adjustment
- Turn to adjust height
- Materials:

Stainless steel foot 304
Glass fibre reinforced nylon internal thread
Anti-slip pad in black PVC

.Advantages.
- Easy height adjustment
-  When washing, the water flows over the outer 

part of the foot

Dimensions in mm

Stock*

DISCOUNTS
Qty 1+ 6+ 10+ 15+ 20+

Disc. List -5% -10%-15% On request

ØD1

ØD

ØF

H1

H

Example of use: 
metal cabinet

Static Price each
Part number ØD ØD1 H H1 ØF load (N) 1 to 5

PTMR30-40-M10 30 40 80/110 67 M10x15 3000  21,82 F 
PTMR44-56-M10 44,5 56,5 130/180 85 M10x30 5000  27,12 F 
PTMR56-64-M10 56,5 64 130/180 85 M10x30 8000  29,84 F 
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Stainless steel telescopic furniture foot
With square plate PTMC

Furniture foot with simple height adjustment
- Turn to adjust height
- Materials:

Stainless steel foot 304
Glass fibre reinforced nylon internal thread
Anti-slip pad in black PVC

.Advantages.
- Easy height adjustment
-  When washing, the water flows over the outer 

part of the foot

Dimensions in mm

Stock*

DISCOUNTS
Qty 1+ 6+ 10+ 15+ 20+

Disc. List -5% -10%-15% On request

ØD1
Ø8

ØD
N
K

H1
H

Example of use: 
metal cabinet

Static Price each
Part number ØD ØD1 H H1 K N load (N) 1 to 5

PTMC44-56-82 44,5 56,5 130/180 85 82 65 5000  31,86 F 
PTMC56-64-82 56,6 64 130/180 85 82 65 8000  34,49 F 
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porto 
franco

a partire da

100A* d'imp.

catalogo 

gratuito

sconti 
per 

quantità

minimo 
d'ordine  

20A*

*Offerta soggetta a condizioni - Articoli < 1 metro

files
step, iges. . .

pagamento

sicuro

preventivi  
e ordini
rapidi

CtMeca

vendita  
di pezzi  

all' unità

su  
misura  

possibile
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Adjustable furniture foot
For square tube PTCR

Furniture foot with simple height adjustment
- For square tubes 20x20mm to 50x50mm
- Turn to adjust height
- Working T° -30°C to +80°C
- Material:

Thermoplastic PA12 black

.Advantages.
- Easy height adjustment
- Easy to install in the tube by pressure mounting

.Info.
-  Not sold individually, please contact us for details

Dimensions in mm

Stock*

DISCOUNTS
Qty 1+ 60+ 100+ 200+

Disc. List -5% -10% On request

C

E

ØM A

L

S

B

F
H

Example of use

Price each
Part number C E A B ØM F L H S 1 to 59

PTCR20-M10 20 20 5 4 M10 24 16,7 - 1,5 - 2  1,92 F 
PTCR25-M16 25 24 5 5 M16 22 20 34,5 1,5 - 2  2,12 F 
PTCR30-M22 30 28 5 5 M22 20 19,5 45,5 1,5 - 2  2,00 F 
PTCR35-M22 35 28 5 5 M22 21,5 29,3 34,5 1,5 - 2  3,10 F 
PTCR40-M22 40 28 5 5 M22 21,5 29,3 34,5 1,5 - 2  3,55 F 
PTCR50-M30 50 41 5 5 M30 28 29,3 45,5 1,5 - 2  4,82 F 
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FAD
Piede snodato semplice

Piede inclinabile senza suola 
antiscivolo
- Angolo d’inclinazione: +/-10° 
- Materiali:
      Base: plastica 

Rinforzata con fibre di vetro 
Stelo: acciaio zincato

.Montaggio.
-  Tramite incastro (mazzuola o 

pressa)

*Nei limiti delle disponibilità - Dimensioni in mm

Prezzo
Carico Unit.

Codice ØD ØM L ØR SW F H (N) Stock* 1 à 9
FAD25-6-20 24 M6 20 10 10 17,5 10,4 1000 4  2,84 F 
FAD25-6-40 24 M6 40 10 10 17,5 10,4 1000 4  2,93 F 
FAD25-8-20 24 M8 20 10 13 17,5 10,4 2000 -  3,09 F 
FAD25-10-20 24 M10 20 10 13 17,5 10,4 2000 4  3,03 F 
FAD25-10-40 24 M10 40 10 13 17,5 10,4 2000 4  3,25 F 
FAD25-10-60 24 M10 60 10 13 17,5 10,4 2000 4  3,48 F 
FAD40-6-20 39 M6 20 10 10 17,5 10,4 1000 4  2,93 F 
FAD40-8-20 39 M8 20 10 13 17,5 10,4 2500 4  3,19 F 
FAD40-10-40 39 M10 40 10 13 17,5 10,4 4000 4  3,35 F 
FAD40-10-60 39 M10 60 10 13 17,5 10,4 4000 4  3,58 F 
FAD50-6-15 49 M6 15 15 14 29,5 18,0 1000 4  4,97 F 
FAD50-6-30 49 M6 30 15 14 29,5 18,0 1000 -  6,71 F 
FAD50-8-25 49 M8 25 15 14 29,5 18,0 3500 -  4,84 F 
FAD50-10-45 49 M10 45 15 14 29,5 18,0 4700 4  5,22 F 
FAD50-12-45 49 M12 45 15 14 29,5 18,0 7700 4  5,61 F 

SCONTI PER QUANTITÀ
Qtà 1+ 10+ 20+ 40+
Sc. Prezzo -10% -15% Su richiesta

Carico max: fino a 7700N

F
H

ØD

ØM

SW
ØR

L
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Half-articulated foot Ø65
Maximum load 18000N PR65C

Dimensions in mm

Stock*

16°

ØF

H1

ØD

GA

B

H

Swivel levelling foot with protective collar
- Up to +/-5° from vertical 
- Non slip base in NBR rubber 70 shore
-  Base: Blue polyamide (RAL5005) fiber glass 

reinforced 
- Spindle: Stainless steel 304

.Advantages.
-  Articulated rod allows auto-alignment with the 

ground
- Sole material ensures flexibility and grip
-  The collar at the base of the stem limits (but does 

not prevent) the retention of material

Blue
RAL 5005

Collar

Thread Static load Price each
Part number ØD ØF B A A/F G H H1 (N) 1 to 19
PR65C-12-50/SS 65 M12 50 39 10 29 89 92 13000  12,45 F 
PR65C-12-100/SS 65 M12 100 39 10 29 139 142 13000  13,53 F 
PR65C-12-150/SS 65 M12 150 39 10 29 189 192 13000  15,22 F 
PR65C-16-100/SS 65 M16 100 39 13 29 139 142 18000  15,71 F 
PR65C-16-150/SS 65 M16 150 39 13 29 189 192 18000  18,45 F 
PR65C-16-200/SS 65 M16 200 39 13 29 239 242 18000  20,36 F 
PR65C-20-100/SS 65 M20 100 41 17 29 141 144 18000  20,36 F 
PR65C-20-150/SS 65 M20 150 41 17 29 191 194 18000  23,59 F 
PR65C-20-200/SS 65 M20 200 41 17 29 241 244 18000  26,88 F 
PR65C-20-250/SS 65 M20 250 41 17 29 291 294 18000  30,62 F 

DISCOUNTS
Qty 1+ 20+ 50+

Disc. List -10% On request
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-  Piede di livellamento
-  Suola antiscivolo in gomma NBR 70 shore
-  Base in poliammide nera rinforzata  

con fibre di vetro
-  Stelo in acciaio zincato o inox 304
-  Consegnato senza dado

.Vantaggi.
-  Lo stelo a snodo permette  

l’auto-allineamento a pavimento
-  La soletta conferisce elasticità  

e aderenza

.Info..
-   In caso di vibrazioni, i carichi  

statici indicati saranno più deboli 

.Accessori.
-  Prolunga per piede con snodo 

PR125-ENT (p. 71)

Piede fissabile con snodo Ø123
Carico fino a 35 000NPR125

*Nei limiti delle disponibilità - Dimensioni in mm

Stelo in 
acciaio 
o inox 

ØF

A/F

30°

H1
H

Ø12,5

87

ØD

GA

B

Punto piatto

Con soletta  

antiscivolo

Carico Prezzo
Filettatura statico unit.

Codice ØD ØF B A A/F G H H1 (N) da 1 a 19
Stelo in acciaio
PR125-16-75 123 M16 75 57 20 37 132 133 35000 4  22,33 F 
PR125-16-150 123 M16 150 57 20 37 207 208 35000 4  26,26 F 
PR125-16-225 123 M16 225 57 20 37 282 285 35000 4  30,70 F 
PR125-20-125 123 M20 125 57 20 37 182 185 35000 4  22,20 F 
PR125-20-200 123 M20 200 57 20 37 257 260 35000 4  25,93 F 
PR125-20-250 123 M20 250 57 20 37 307 310 35000 4  30,47 F 
PR125-24-125 123 M24 125 57 20 37 182 185 35000 4  22,20 F 
PR125-24-200 123 M24 200 57 20 37 257 260 35000 4  25,93 F 
PR125-24-250 123 M24 250 57 20 37 307 310 35000 4  30,47 F 
PR125-30-125 123 M30 125 58 26 37 183 186 35000 4  23,86 F 
PR125-30-200 123 M30 200 58 26 37 258 261 35000 4  28,53 F 
PR125-30-250 123 M30 250 58 26 37 308 311 35000 -  31,75 F 
Stelo inox
PR125-16-75/SS 123 M16 75 57 20 37 132 135 35000 -  38,49 F 
PR125-16-150/SS 123 M16 150 57 20 37 207 210 35000 4  49,45 F 
PR125-16-225/SS 123 M16 225 57 20 37 282 285 35000 -  62,44 F 
PR125-20-125/SS 123 M20 125 57 20 37 182 185 35000 4  45,81 F 
PR125-20-200/SS 123 M20 200 57 20 37 257 260 35000 -  58,54 F 
PR125-20-250/SS 123 M20 250 57 20 37 307 310 35000 -  67,30 F 
PR125-24-125/SS 123 M24 125 57 20 37 182 185 35000 -  45,81 F 
PR125-24-200/SS 123 M24 200 57 20 37 257 260 35000 -  52,21 F 
PR125-24-250/SS 123 M24 250 57 20 37 307 310 35000 -  67,30 F 
PR125-30-125/SS 123 M30 125 58 26 37 183 186 35000 -  51,98 F 
PR125-30-200/SS 123 M30 200 58 26 37 258 261 35000 -  66,37 F 
PR125-30-250/SS 123 M30 250 58 26 37 308 311 35000 -  75,63 F 

Stock*

SCONTI PER QUANTITÀ
Qtà 1+ 20+ 50+
Sc. Prezzo -10% Su richiesta
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Extension for articulated foot Ø123
For articulated foot PR125 PR125

Dimensions in mm

Extension with mounting holes for articulated 
feet PR125
- Material 
     Polyamide
- Delivered without anti-slip rubber pad
- Suitable for any type of floor

.Advantages.
-  Easily compensates for large differences in 

floor level

Application example

ØG

H

ØF

ØE
ØD

Assembly example
(screws not included)

Static load Price each
Part number ØD ØE H ØG ØF (N) 1 to 19
PR125-ENT 123 87 43 13 18 35000  13,71 F 

DISCOUNTS
Qty 1+ 20+ 50+

Disc. List -10% On request
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ØF

A/F

G

ØD

B

A

H

10°

Articulated foot with solid base foot Ø40
Accepts loads up to 3000NPTA40

PTA40ss
- Articulated foot
-  Up to +/- 10° from vertical
- Materials:

Steel version:
Base: Galvanised sheet steel C40
Shaft: Galvanised steel (nut not supplied)
Sole: Vulcanised NBR rubber,  
hardness 80° Shore
Stainless steel version:
Base: Sheet stainless  
steel 304
Shaft: Stainless steel 304  
(nut not supplied)
Sole: Vulcanised NBR  
rubber, hardness 80°  
Shore

.Advantages.
-  Excellent Price-Quality  

ratio

All dimensions in mm

Stainless steel 

version, 

sanded finish

Part number Static Price each
bright sanded finish ØD ØF B A A/F G H load (N) 1 to 14

Steel foot
PTA40-8-25 - 40 M8 25 26 6 15 51 3000 -  11,02 F 
PTA40-8-50 - 40 M8 50 26 6 15 76 3000 -  11,44 F 
PTA40-8-75 - 40 M8 75 26 6 15 101 3000 -  11,91 F 
PTA40-10-25 - 40 M10 25 26 8 15 51 3000 -  11,44 F 
PTA40-10-50 - 40 M10 50 26 8 15 76 3000 -  11,91 F 
PTA40-10-75 - 40 M10 75 26 8 15 101 3000 -  12,33 F 
PTA40-10-100 - 40 M10 100 26 8 15 126 3000 -  12,64 F 
PTA40-10-125 - 40 M10 125 26 8 15 152 3000 -  12,80 F 
Stainless steel foot
PTA40-8-25/SS PTA40-8-25/SS/SB 40 M8 25 26 6 15 51 3000 -  13,40 F 
PTA40-8-50/SS PTA40-8-50/SS/SB 40 M8 50 26 6 15 76 3000 -  13,81 F 
PTA40-8-75/SS PTA40-8-75/SS/SB 40 M8 75 26 6 15 101 3000 -  14,29 F 
PTA40-10-25/SS PTA40-10-25/SS/SB 40 M10 25 26 8 15 51 3000 -  14,59 F 
PTA40-10-50/SS PTA40-10-50/SS/SB 40 M10 50 26 8 15 76 3000 -  15,06 F 
PTA40-10-75/SS PTA40-10-75/SS/SB 40 M10 75 26 8 15 101 3000 -  15,51 F 
PTA40-10-100/SS PTA40-10-100/SS/SB 40 M10 100 26 8 15 126 3000 -  16,40 F 
PTA40-10-125/SS PTA40-10-125/SS/SB 40 M10 125 26 8 15 151 3000 -  17,05 F 

DISCOUNTS
Qty 1+ 15+ 20+ 25+ 40+

Disc. List -5% -10%-15% On request
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M

Ø10,5

A/F

ØD

H

G

B

S

8°

Ø65

Carico massimo fino a 12 000N PAT85ss

inox

-  Piede snodato: +/- 4° rispetto all'asse
-  Materiali:

Base e asta: inox 1.4301 (304) 
Soletta: gomma vulcanizzata NBR 80 shore

-  Base Ø85mm

.Applicazioni.
-  Arredamento per laboratorio
-  Industria medicale e agroalimentare

.Attenzione.
-  Il carico statico indicato è calcolato  

a metà della lunghezza dell'asta.  
In caso di vibrazioni o in presenza di carichi 
dinamici, tale valore è inferiore

*Nei limiti della disponibilità - Dimensioni in mm

Carico Prezzo unit.
  Codice S B ØD A/F M G H statico (N) da 1 a 5
PAT85-16-100/SS 7 100 85 13 M16 16 130 12000 4  56,17 F 
PAT85-16-150/SS 7 150 85 13 M16 16 180 12000 -  59,10 F 
PAT85-16-175/SS 7 175 85 13 M16 16 205 12000 4  61,97 F 
PAT85-20-100/SS 7 100 85 17 M20 16 130 12000 -  59,10 F 
PAT85-20-150/SS 7 150 85 17 M20 16 180 12000 4  61,80 F 
PAT85-20-200/SS 7 200 85 17 M20 16 230 12000 -  63,71 F 

Stock*

Piede snodato con base stampata

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+ 15+
Sc. Prezzo -5% -10% Su richiesta
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M

Ø12,5

A/F

ØD

H

G

B

S

8°

Ø98

Carico massimo fino a 20 000NPAT123ss

-  Piede snodato: +/- 4° rispetto all'asse
-  Materiali:

Base e asta: inox 1.4301 (304) 
Soletta: gomma vulcanizzata NBR 80 shore

-  Base Ø123mm

.Applicazioni.
-  Arredamento per laboratorio
-  Industria medicale e agroalimentare

.Attenzione.
-  Il carico statico indicato è calcolato  

a metà della lunghezza dell'asta.  
In caso di vibrazioni o in presenza di carichi 
dinamici, tale valore è inferiore

*Nei limiti della disponibilità - Dimensioni in mm

Carico Prezzo unit.
Codice S B ØD A/F M G H statico (N) da 1 a 5
PAT123-16-100/SS 7 100 123 13 M16 23,5 137 20000 4  74,96 F 
PAT123-16-150/SS 7 150 123 13 M16 23,5 187 20000 -  77,91 F 
PAT123-16-175/SS 7 175 123 13 M16 23,5 212 20000 4  81,83 F 
PAT123-20-100/SS 7 100 123 17 M20 23,5 137 20000 -  78,07 F 
PAT123-20-150/SS 7 150 123 17 M20 23,5 187 20000 -  78,68 F 
PAT123-20-200/SS 7 200 123 17 M20 23,5 237 20000 4  81,02 F 
PAT123-24-100/SS 7 100 123 20 M24 23,5 138 20000 -  79,43 F 
PAT123-24-150/SS 7 150 123 20 M24 23,5 188 20000 -  81,02 F 
PAT123-24-200/SS 7 200 123 20 M24 23,5 238 20000 -  83,93 F 
PAT123-30-150/SS 7 150 123 26 M30 23,5 188 20000 -  91,28 F 
PAT123-30-200/SS 7 200 123 26 M30 23,5 238 20000 -  100,79 F 
PAT123-30-250/SS 7 250 123 26 M30 23,5 288 20000 -  108,70 F 

inox

Stock*

Piede snodato con base stampata

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+ 15+
Sc. Prezzo -5% -10% Su richiesta
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Piede fisso con base stampata
Carico massimo fino a 11 000N PFM

- Piede di livellamento
-  M ateriali: 

Base e asta acciaio zincato o inox 1.4301 (304) 
Soletta gomma NBR 80 shore

-  Base Ø80 e Ø100mm
-  Consegnato con 2 dadi, 1 rondella piana e 1  

rondella di arresto

.Applicazioni.
-  Arredamento per laboratorio
-  Industria medicale e agroalimentare

.Attenzione.
-  Il carico statico indicato è calcolato a metà della 

lunghezza dell'asta. In caso di vibrazioni o in presenza di 
carichi dinamici, tale valore è inferiore

versione
inox

Carico Prezzo unit.
Codice ØD M B A A / F G H statico (N) da 1 a 5
Acciaio
PFM80-12-75 80 M12 75 28 8 25 103 4500 4  36,01 F 
PFM80-14-100 80 M14 100 28 9 25 128 4500 -  39,78 F 
PFM100-12-75 100 M12 75 31 8 28 106 9000 -  38,62 F 
PFM100-14-125 100 M14 125 31 9 28 156 9000 -  40,42 F 
PFM100-16-125 100 M16 125 31 10 28 156 9000 4  42,16 F 
PFM120-20-125 120 M20 125 35 13 32 160 11000 -  64,04 F 
Inox
PFM80-12-75/SS 80 M12 75 28 8 25 103 4500 4  62,07 F 
PFM80-14-100/SS 80 M14 100 28 9 25 128 4500 -  66,19 F 
PFM100-12-75/SS 100 M12 75 31 8 28 106 9000 -  70,32 F 
PFM100-14-125/SS 100 M14 125 31 9 28 156 9000 -  73,73 F 
PFM100-16-125/SS 100 M16 125 31 10 28 156 9000 4  79,06 F 
PFM120-20-125/SS 120 M20 125 35 13 32 160 11000 -  89,89 F 

*Nei limiti della disponibilità - Dimensioni in mm

M

A

A/F

ØD

H

G

B

Stock*

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+ 15+
Sc. Prezzo -5% -10% Su richiesta
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ØF

A/F

B

H

10°

ØD
80

A Ø15
G

Articulated fixable foot, pressed bolt-down base Ø120
Accepts loads up to 30 000NPAMF120

Tilting foot
- Tilt up to +/- 5° from vertical
- With non-slip sole
- Materials:

Base: Stainless steel sheet 304
Spindle: Stainless steel 304  
(nut not supplied)
Sole: Vulcanised NBR rubber, 80° Shore

.Advantages.
-  Easy to secure due  

to large distance  
between shaft  
and mounting hole

.Options.
-  Other shaft dimensions  

are available on request

Large spacing 

allows use of a 

hammer drill

Large hole 

allows use of  

a rawlplug

Static Price each
 Part number ØD ØF B A A/F G H load (N) 1 to 5
PAMF120-16-100/SS 120 M16 100 47 13 32 147 30000  75,62 F 
PAMF120-16-150/SS 120 M16 150 47 13 32 197 30000  77,73 F 
PAMF120-16-200/SS 120 M16 200 47 13 32 247 30000  81,44 F 
PAMF120-20-100/SS 120 M20 100 47 17 32 147 30000  78,04 F 
PAMF120-20-150/SS 120 M20 150 47 17 32 197 30000  81,10 F 
PAMF120-20-200/SS 120 M20 200 47 17 32 247 30000  85,04 F 
PAMF120-20-250/SS 120 M20 250 47 17 32 297 30000  89,94 F 
PAMF120-24-150/SS 120 M24 150 49 20 32 199 30000  89,94 F 
PAMF120-24-200/SS 120 M24 200 49 20 32 249 30000  94,51 F 
PAMF120-24-250/SS 120 M24 250 49 20 32 299 30000  101,91 F 

Dimensions in mm

DISCOUNTS
Qty 1+ 6+ 10+ 15+ 20+

Disc. List -5% -10% -15% On request
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Fixed anti-vibration foot
For loads up to 35,000 N

Max load Price
Dynamic Static each

Part number ØD ØF B ØD1 SW G H (N) (N) 1 to 5
PAV80-M12C 80 M12x1,25  87 60 8 40-50 136 2500 5000  43,90 F 
PAV120-M16C 120 M16x1,5  93 80 9 45-58 150 4000 10000  74,03 F 
PAV160-M20C 160 M20x1,5 125 100 12 53-65 190 9000 20000  122,40 F 
PAV200-M20C 200 M20x1,5 125 130 12 69-82 207 15000 35000  168,22 F 

PAV

- Adjustable anti-vibration foot
- Fine thread for levelling
- M aterials: 

Body: Chromed sheet steel 
Spindle: Chromed steel 
Base: Rubber NBR 80 shore

.Applications.
-  Machine tools, presses,  

injection machines, compressors.

.Info.
- Supplied with 1 nut and 1 washer

Dimensions in mm

6+
-5%

15+
On request

10+
-10%

1+
List

Qty
Disc.

DISCOUNTS

B
H

ØF

SW

ØD1

G min
G max

ØD
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Solid foot for heavy loads
Max load 90,000 NPML

- Levelling foot for heavy loads
- Solid foot
- Hollow spindle
- Fine thread pitch gives accurate levelling
- Tilts ±2°
- M aterials: 

Base: steel with yellow coated finish 
Spindle: Chromed steel

.Applications.
-  Machine tools, assembly machines,  

automated lines

Dimensions in mm

6+
-5%

15+
On request

10+
-10%

1+
List

Qty
Disc.

DISCOUNTS

Spindle ready  
to insert in hole

Typical application

Tilt range 2°

15

H

3

H1

ØD1

2°

SW

ØF

G

ØD

Static Price each
Part number ØD ØD1 SW ØF G H H1 load (N) 1 to 5
PML100-24C-87 100 13 24 M24x2 18 87 120 60000  30,47 F 
PML100-24C-141 100 13 24 M24x2 18 141 174 60000  33,67 F 
PML120-35C-100 120 22 41 M35x2 25 100 140 90000  84,57 F 
PML120-35C-177 120 22 41 M35x2 25 177 217 90000  89,15 F 
PML120-36C-100 120 22 41 M36x2 25 100 140 90000  84,57 F 
PML150-35C-100 150 22 41 M35x2 25 100 140 90000  93,95 F 
PML150-35C-177 150 22 41 M35x2 25 177 217 90000  99,17 F 
PML150-36C-100 150 22 41 M36x2 25 100 140 90000  93,95 F 

90000N
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Max load 90,000 N

Fine thread

Price each
Part number ØD SW H 1 to 5

ECL-M24C M24x2 36 18  2,76 F 
ECL-M27C M27x2 41 12  5,23 F 
ECL-M30C M30x2 36 11  7,15 F 
ECL-M35C M35x2 55 15  11,47 F 
ECL-M36C M36x2 55 15  11,47 F 
ECL-M36C3 M36x3 55 15  11,47 F 
ECL-M42C M42x2 65 20  20,80 F 

Static Price each
Part number ØD ØD1 SW ØF H load (N) 1 to 5

TCL-M30C-110 M30x2 27 24 17 110 70000  24,35 F 
TCL-M36C-110 M36x2 33 27 17 110 90000  26,65 F 

TCL

ECL

-  Threaded levelling spindle, suitable  
for heavy loads

- Hollow spindle
-  Fine pitch thread allows  

accurate levelling
- M aterial: 

Chromed steel

.Applications.
-  Machine tools, assembly machines, 

automated lines

- Adjusting nut
- Fine thread
- Fine pitch thread allows accurate levelling
- M aterial: 

Chromed steel

.Applications.
-  Machine tools, assembly machines,  

automated lines

Dimensions in mm

Support spindle for heavy loads

Adjusting nut
Dimensions in mm

SW

H

ØD
ØF

ØD1

SW

ØD

H

6+
-5%

15+
On request

10+
-10%

1+
List

Qty
Disc.

DISCOUNTS

6+
-5%

15+
On request

10+
-10%

1+
List

Qty
Disc.

DISCOUNTS
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Welded lifting ring for straight lifts
ASH

- Weldable lifting ring
-  Marked with CE symbol, CMU and 

manufacturer’s ref
- M aterial:  

Black unfinished steel

.Assembly.
-  Installation instructions available on request
-  Welding should be done in accordance with 

DIN 5817 (section 15 429) by an operator 
qualified to EN287-1

.Info..
-  The breaking load is obtained by multiplying 

the SWL by a factor of safety of 5.

CMU Weight Price each
Part number (kg) ØT ØA B C D (kg) Stock* 1 to 5
ASH24-200 200 9 24 43 10 54 0,06 4  2,07 F 
ASH31-500 500 12 31 55 12 68 0,14 4  2,97 F 
ASH43-1000 1000 13 43 67 12 85 0,18 4  4,44 F 
ASH48-2000 2000 18 48 82 16 105 0,40 4  6,92 F 
ASH57-3000 3000 21 57 95 17 128 0,66 -  13,19 F 
ASH67-4000 4000 25 67 107 15 148 1,02 -  25,10 F 
ASH82-6000 6000 28 82 135 24 189 1,92 -  77,99 F 
ASH100-8000 8000 30 100 165 35 210 3,12 -  81,93 F 

Steel

B

C

ØA

D

ØT

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -10% -20% On request

Typical application

*Depending on availability - Dimensions in mm
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Welded lifting ring for 45°lifts
ASL

- Weldable lifting ring
-  Marked with CE symbol, CMU and 

manufacturer’s ref
- M aterial:  

Black unfinished steel

.Assembly.
-  Installation instructions available  

on request
-  Welding should be done in accordance 

with DIN 5817 (section 15 429) by an 
operator qualified to EN287-1

.Info..
-  The breaking load is obtained by 

multiplying the SWL by a factor of 
safety of 5.  

CMU Weight Price each
Part number (kg) ØT ØA B C D E (kg) Stock* 1 to 5
ASL31-500 500 12 31 55 13 89 82 0,16 4  3,55 F 
ASL42-1000 1000 14 42 69 13 113 101 0,30 4  4,53 F 
ASL45-2000 2000 18 45 81 18 134 123 0,50 4  9,42 F 
ASL57-3000 3000 21 57 97 19 152 140 0,80 -  15,81 F 
ASL65-4000 4000 24 65 113 23 167 155 1,24 -  26,15 F 
ASL83-6000 6000 28 83 140 31 218 205 2,36 -  65,55 F 

Steel

B

E

C

ØA

D

ØT

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -10% -20% On request

Typical application

*Depending on availability - Dimensions in mm
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Steel or stainless steelADLf

Female eye bolt DIN582

Steel eye bolt

- Lifting eye bolt 
-  ISO thread
- Material:

Black stamped steel
Stainless steel 316

.Mounting
-  Chamfer the hole into which  

the bolt will screw or use washers  
to ensure correct seating.

-  Before assembly, clean the threads
-  Screw lifting eye in fully
-  The load should be lifted in the direction of the thread, 

+/- 20° and the pulling force should be along the axial 
plane of the eye. 

-  The use of these lifting eyes at an angle greater than 45° 
is not permitted. 

-  When the load to be lifted is aluminium, avoid leaving the 
eyes screwed in to avoid possible corrosion.

.Info.
*SWL: safe working load
The Safe Working Load is calculated by dividing the 
breaking Strength by a factor of safety of 5.

Stainless steel  
eye bolt

stainless steel

ØD1

ØD2

ØG
Ød

H

S

E

*Depending on availability - Dimensions in mm

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -10% -20% On request
Part SWL CMU at Weight Price each
number Ød H ØD1 ØD2 ØG E ØS  (kg) 45° (kg)  (kg) 1 to 5
Steel eye bolt
ADL-6F M6 36 36 20 22 9 9 90 60 0,060 4  1,93 F 

ADL-8F M8 36 36 20 21 11 9 140 95 0,060 4  1,96 F 

ADL-10F M10 45 45 25 26 10 10 230 170 0,100 4  2,31 F 

ADL-12F M12 52 55 29 31 11 12 340 240 0,160 4  3,14 F 

ADL-16F M16 62 63 34 34 15 14 700 500 0,240 4  4,40 F 

ADL-20F M20 71 72 39 40 17 16 1200 830 0,360 4  6,89 F 

ADL-24F M24 89 90 48 49 22 21 1800 1270 0,715 -  12,21 F 

ADL-30F M30 109 108 60 65 25 24 3200 2300 1,400 -  23,86 F 

ADL-36F M36 137 127 69 81 38 31 4600 3300 2,300 -  41,40 F 

ADL-42F M42 147 144 80 85 35 32 6300 4500 3,500 -  81,17 F 

ADL-48F M48 185 170 88 102 45 41 8600 6100 5,670 -  130,90 F 

Stainless steel eye bolt
ADL-6F/SS M6 - 35 19 20 9 9 180 - 0,055 4  7,01 F 

ADL-8F/SS M8 - 36 19 20 10 8 300 - 0,050 4  7,90 F 

ADL-10F/SS M10 - 45 24 24 11 9 500 - 0,090 4  13,10 F 

ADL-12F/SS M12 - 53 29 29 13 12 800 - 0,155 4  18,32 F 

ADL-14F/SS M14 - 54 30 30 11 12 1100 - 0,165 -  20,93 F 

ADL-16F/SS M16 - 63 34 35 15 14 1500 - 0,250 4  24,09 F 

ADL-20F/SS M20 - 72 40 40 15 16 2400 - 0,360 -  44,33 F 

ADL-24F/SS M24 - 90 50 50 20 20 3600 - 0,720 -  79,17 F 

Stock*
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Male eye bolt DIN580

- Lifting eye bolt 
- ISO thread
- Material:

Black stamped steel
Stainless steel 316

.Mounting
-  Chamfer the hole into which  

the bolt will screw or use washers  
to ensure correct seating.

-  Before assembly, clean the  
threads

- Screw lifting eye in fully
-  The load should be lifted in the direction of the thread,  

+/- 20° and the pulling force should be along the axial  
plane of the eye. 

-  The use of these lifting eyes at an angle greater than 45° 
is not permitted. 

-  When the load to be lifted is aluminium, avoid leaving 
the eyes screwed in to avoid possible corrosion.

.Info.
*SWL: safe working load
The Safe Working Load is calculated by dividing the  
breaking Strength by a factor of safety of 5.

Steel eye bolt

Stainless steel  
eye bolt

ADLmSteel or stainless steel

stainless steel

E

S

L

ØD2

ØG
Ød

H

L

ØD1

*Depending on availability - Dimensions in mm

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -10% -20% On request
Part CMU SWL at Weight Price each 
number Ød L H ØD1 ØD2 ØG E ØS (kg) 45° (kg) (kg) 1 to  5

Steel eye bolt
ADL-6M M6 13 36 36 20 20 6 8 90 60 0,060 4  1,96 F 

ADL-8M M8 13 38 36 20 21 7 9 140 95 0,060 4  2,00 F 

ADL-10M M10 16 46 45 24 26 9 10 230 170 0,110 4  2,43 F 

ADL-12M M12 19 56 55 29 30 12 11 340 240 0,170 4  2,96 F 

ADL-16M M16 28 65 64 36 35 12 14 700 500 0,290 4  4,62 F 

ADL-20M M20 30 74 72 40 40 14 17 1200 830 0,450 4  6,89 F 

ADL-24M M24 36 92 89 49 51 18 21 1800 1270 0,880 4  11,71 F 

ADL-30M M30 43 111 108 60 65 23 25 3200 2300 1,640 4  22,24 F 

ADL-36M M36 54 131 126 68 80 24 29 4600 3300 2,710 -  38,68 F 

ADL-42M M42 61 153 148 79 90 33 35 6300 4500 4,250 -  73,24 F 

ADL-48M M48 68 168 166 90 100 35 38 8600 6100 6,200 -  126,91 F 
Stainless steel eye bolt
ADL-6M/SS M6 13 - 35 20 20 7 8 180 - 0,050 4  7,46 F 

ADL-8M/SS M8 13 - 36 20 20 6 8 300 - 0,060 4  7,97 F 

ADL-10M/SS M10 17 - 45 25 25 8 10 500 - 0,115 4  13,46 F 

ADL-12M/SS M12 20 - 54 30 30 10 12 800 - 0,190 4  18,70 F 

ADL-14M/SS M14 20 - 54 30 30 10 12 1100 - 0,190 4  21,49 F 

ADL-16M/SS M16 27 - 63 35 35 12 14 1500 - 0,280 4  27,19 F 

ADL-20M/SS M20 30 - 72 40 40 14 16 2400 - 0,450 -  45,38 F 

ADL-24M/SS M24 35 - 90 50 50 17 22 3600 - 0,900 -  87,60 F 

Stock*



www.ctmeca.com Tel. +(39) 011 760 95 0584 info2@ctmeca.comTel. +(39) 011 760 95 05 85aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

Eye bolt

-    Eye bolt
- Stamped ring, closed
- Conforms to UNI 6058
- ISO thread
- Material: Blackened steel C40

CMA Thread diameter M6-M20

ØD

A

ØE

ØM

C

L

 Part number
Price each  

1 to 19
       Weight
 ØM L A C ØD ØE (kg)

*Depending on availability - Dimensions in mm

CMA1-06 M6 50 7 8,5 12 5 0,012 4  5,87 F 
CMA1-08 M8 60 9 11,1 16 6 0,025 4  6,11 F 
CMA1-10 M10 80 12 13,8 20 8 0,048 4  8,44 F 
CMA1-12 M12 90 14 16,4 24 10 0,088 4  9,98 F 
CMA1-14 M14 120 16 19,0 28 12 0,153 4  13,25 F 
CMA1-16 M16 140 18 21,0 32 14 0,303 4  13,57 F 
CMA1-18 M18 150 20 24,2 36 16 0,328 -  15,15 F 
CMA1-20 M20 160 22 26,2 40 18 0,431 4  18,81 F 

Stock*

DISCOUNTS
Qty 1+ 20+ 40+ 60+ 80+ 100+

Disc. List -5% -10% -15% -20% On request
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SWL Weight Price each
Part number ØM L ØA ØB (kg) (kg) 1 to 4
PTB6-40/SS M6 40 12 22 120 0,020 4  5,26 F 
PTB6-60/SS M6 60 12 22 120 0,030 4  5,63 F 
PTB6-80/SS M6 80 12 22 120 0,030 4  6,05 F 
PTB8-60/SS M8 60 14 26 225 0,050 4  7,36 F 
PTB8-80/SS M8 80 14 26 225 0,055 4  8,06 F 
PTB8-100/SS M8 100 14 26 225 0,060 4  8,91 F 
PTB10-100/SS M10 100 16 30 375 0,105 4  13,79 F 
PTB12-120/SS M12 120 16 35 600 0,165 4  21,69 F 

Threaded eye hook stainless steel

Eye bolt
- Material : Stainless steel 316
- Product carries no certification marking

.Utilisation.
The breaking strength is obtained by 
multiplying the SWL by a factor of 
safety of 4

PTBssDiameter from M6 to M12

ØMØB

L

ØA

stainless steel

*Depending on availability - Dimensions in mm

Stock*

DISCOUNTS
Qty 1+ 5+ 10+ 20+ 30+ 50+

Disc. Prix -5% -10% -15% -20% On request
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Chiavetta in barre
Acciaio C45 o inox 316KS

KSss

H

WL

- Da tagliare alla lunghezza desiderata
- C onforme a DIN6880 

Materiali 
Acciaio C45 (Resistenza alla rottura  
50kg/mm² mini) 
Inox 316Ti (X6CrNiMoTi17-12-2)

*Nei limiti delle disponibilità - Dimensioni in mm

inox

acciaio

Codice W H L Prezzo unit da. 1 a 5
Acciaio Inox (h9) (h11) (mm) Acciaio Inox Acciaio Inox

KS2-500 - 2 2 500 4 -  5,92 F -
KS3-500 - 3 3 500 4 -  5,10 F -
KS4-500 - 4 4 500 4 -  6,12 F -
KS5-500 KS5-500/SS 5 5 500 4 4  7,86 F  57,97 F 
KS6-500 KS6-500/SS 6 6 500 4 -  10,05 F  59,75 F 
KS8-500 - 8 8 500 4 -  11,67 F -
KS87-500 KS87-500/SS 8 7 500 4 -  10,04 F  84,71 F 
KS10-500 - 10 10 500 4 -  17,06 F -
KS108-500 KS108-500/SS 10 8 500 4 -  14,28 F  118,32 F 
KS12-500 - 12 12 500 - -  22,37 F -
KS128-500 KS128-500/SS 12 8 500 4 -  12,83 F  142,40 F 
KS14-500 - 14 14 500 - -  26,41 F -
KS149-500 KS149-500/SS 14 9 500 4 -  16,84 F  193,80 F 
KS1610-500 KS1610-500/SS 16 10 500 4 -  21,36 F  240,16 F 
KS1811-500 KS1811-500/SS 18 11 500 4 -  26,44 F  287,13 F 
KS2012-500 - 20 12 500 4 -  30,05 F -
KS2214-500 KS2214-500/SS 22 14 500 - -  38,96 F  431,90 F 
KS2514-500 - 25 14 500 4 -  44,22 F -

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+
Sc. Prezzo -15% Su richiesta

Stock* Stock*
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Rondella sferica DIN6319
Per vite da M6 a M24 RCC

RCX
-  Utilizzare una rondella concava con una 

rondella convessa
-  M ateriali:  

Inox 1.4305
- Altre dimensioni su richiesta

.Vantaggi.
-  Buona ripartizione della forza di serraggio
-  Assicura il buon posizionamento della vite

90°

H1

ØD1

R1 bille

H2

ØD3
Rondella convessa RCX

ØD1

ØD5

H2

ØD3
Rondella concava RCC

Esempio di utilizzo

Carico Prezzo
Per ØD1 statico unit.

Codice vite H13 ØD3 ØD5 H1 H2 R1 max (kN) da 1 a 5
Rondella convessa
RCX-6/SS M6 6,4 12 - 0,7 2,3 9 6 4  2,38 F 
RCX-8/SS M8 8,4 17 - 0,6 3,2 12 12 4  3,19 F 
RCX-10/SS M10 10,5 21 - 0,8 4,0 15 16 4  4,36 F 
RCX-12/SS M12 13,0 24 - 1,1 4,6 17 24 4  5,22 F 
RCX-16/SS M16 17,0 30 - 1,3 5,3 22 45 -  8,04 F 
RCX-20/SS M20 21,0 36 - 2,0 6,3 27 71 -  11,04 F 
RCX-24/SS M24 25,0 44 - 2,4 8,2 32 105 -  17,54 F 
Rondella concava
RCC-6/SS M6 7,1 12 11,0 - 2,8 - 6 4  2,40 F 
RCC-8/SS M8 9,6 17 14,5 - 3,5 - 12 4  3,43 F 
RCC-10/SS M10 12,0 21 18,5 - 4,2 - 16 4  4,64 F 
RCC-12/SS M12 14,2 24 20,0 - 5,0 - 24 4  5,41 F 
RCC-16/SS M16 19,0 30 26,0 - 6,2 - 45 -  8,35 F 
RCC-20/SS M20 23,2 36 31,0 - 7,5 - 71 -  11,39 F 
RCC-24/SS M24 28,0 44 37,0 - 9,5 - 105 -  22,24 F 

*Nei limiti delle disponibilità - Dimensioni in mm

90°

inox

RCX

RCC

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+ 50+
Sc. Prezzo -5% -10% Su richiesta

Stock*
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Cylindrical drill bushing
CDP

Ød2 Weight Price each
Part number Ød1 I1 (n6) r (g) 1 to 4
CDP2-5-6 2 6 5 1 0,7  4,98 F 
CDP2-5-9 2 9 5 1 1,1  5,42 F 
CDP2.1-5-6 2,1 6 5 1 0,7  5,00 F 
CDP2.1-5-9 2,1 9 5 1 1,1  5,44 F 
CDP2.5-5-6 2,5 6 5 1 0,7  5,00 F 
CDP2.5-5-9 2,5 9 5 1 1  5,44 F 
CDP3-6-8 3 8 6 1 1,3  4,98 F 
CDP3-6-12 3 12 6 1 1,9  5,42 F 
CDP3-6-16 3 16 6 1 2,6  11,09 F 
CDP3.1-6-8 3,1 8 6 1 1,2  4,98 F 
CDP3.1-6-12 3,1 12 6 1 1,9  5,42 F 
CDP3.1-6-16 3,1 16 6 1 2,5  11,09 F 
CDP3.5-7-8 3,5 8 7 1 1,7  7,82 F 
CDP3.5-7-12 3,5 12 7 1 2,6  5,15 F 
CDP3.5-7-16 3,5 16 7 1 3,6  11,09 F 
CDP4-7-8 4 8 7 1 1,5  4,49 F 
CDP4-7-12 4 12 7 1 2,4  5,15 F 
CDP4-7-16 4 16 7 1 3,2  11,09 F 
CDP4.1-8-8 4,1 8 8 1 2,2  4,68 F 
CDP4.1-8-12 4,1 12 8 1 3,4  5,42 F 
CDP4.1-8-16 4,1 16 8 1 4,6  9,74 F 
CDP4.5-8-8 4,5 8 8 1 2,1  4,68 F 
CDP4.5-8-12 4,5 12 8 1 3,1  5,42 F 
CDP4.5-8-16 4,5 16 8 1 4,2  9,74 F 
CDP5-8-8 5 8 8 1 1,8  4,68 F 
CDP5-8-12 5 12 8 1 2,8  5,42 F 
CDP5-8-16 5 16 8 1 3,7  9,74 F 
CDP5.1-10-10 5,1 10 10 1,5 4,4  5,15 F 
CDP5.1-10-16 5,1 16 10 1,5 7,1  5,93 F 

Ød2 Weight Price each
Part number Ød1 I1 (n6) r (g) 1 to 4
CDP5.1-10-20 5,1 20 10 1,5 8,9  10,64 F 
CDP5.5-10-10 5,5 10 10 1,5 4,1  5,15 F 
CDP5.5-10-16 5,5 16 10 1,5 6,7  5,93 F 
CDP5.5-10-20 5,5 20 10 1,5 8,4  10,64 F 
CDP6-10-10 6 10 10 1,5 3,8  5,15 F 
CDP6-10-16 6 16 10 1,5 6,1  5,93 F 
CDP6-10-20 6 20 10 1,5 7,7  10,64 F 
CDP6.1-12-10 6,1 10 12 1,5 6,3  5,42 F 
CDP6.1-12-16 6,1 16 12 1,5 10  6,12 F 
CDP6.1-12-20 6,1 20 12 1,5 13  11,09 F 
CDP6.5-12-10 6,5 10 12 1,5 6  5,42 F 
CDP6.5-12-16 6,5 16 12 1,5 9,7  6,12 F 
CDP6.5-12-20 6,5 20 12 1,5 12  11,09 F 
CDP7-12-10 7 10 12 1,5 5,6  5,42 F 
CDP7-12-16 7 16 12 1,5 9,1  6,12 F 
CDP7-12-20 7 20 12 1,5 11  11,09 F 
CDP7.1-12-10 7,1 10 12 1,5 5,5  5,42 F 
CDP7.1-12-16 7,1 16 12 1,5 9  6,12 F 
CDP7.1-12-20 7,1 20 12 1,5 11  11,09 F 
CDP7.5-12-10 7,5 10 12 1,5 5,1  5,42 F 
CDP7.5-12-16 7,5 16 12 1,5 8,4  6,12 F 
CDP7.5-12-20 7,5 20 12 1,5 11  11,09 F 
CDP8-12-10 8 10 12 1,5 4,7  5,42 F 
CDP8-12-16 8 16 12 1,5 7,6  6,12 F 
CDP8-12-20 8 20 12 1,5 9,6  11,09 F 
CDP8.1-15-12 8,1 12 15 2 11  5,66 F 
CDP8.1-15-20 8,1 20 15 2 19  6,91 F 
CDP8.1-15-25 8,1 25 15 2 24  11,98 F 
CDP8.5-15-12 8,5 12 15 2 11  5,66 F 

Treated steel  

DISCOUNTS
Qty 1+ 5+ 10+ 20+

Disc. List -5% -10% On request

-  For guiding drill bits during repetitive drilling 
or countersinking operations

- Good resistance in operation
- Material:  
     Case hardened steel

.Info..
-  Bore tolerance: DH7

.Advantages.
-  Facilitates the drilling operation and avoids  

wear of the drill bit
- Ensures high repeatability

Dimensions in mm
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CDP

Ød2 Weight Price each
Part number Ød1 I1 (n6) r (g) 1 to 4
CDP8.5-15-20 8,5 20 15 2 18  6,91 F 
CDP8.5-15-25 8,5 25 15 2 23  11,98 F 
CDP9-15-12 9 12 15 2 10  5,66 F 
CDP9-15-20 9 20 15 2 17  6,91 F 
CDP9-15-25 9 25 15 2 22  11,98 F 
CDP9.1-15-12 9,1 12 15 2 10  5,66 F 
CDP9.1-15-20 9,1 20 15 2 17  6,91 F 
CDP9.1-15-25 9,1 25 15 2 21  11,98 F 
CDP9.5-15-12 9,5 12 15 2 9,5  5,66 F 
CDP9.5-15-20 9,5 20 15 2 16  6,91 F 
CDP9.5-15-25 9,5 25 15 2 20  11,98 F 
CDP10-15-12 10 12 15 2 8,8  5,68 F 
CDP10-15-20 10 20 15 2 15  6,93 F 
CDP10-15-25 10 25 15 2 19  12,03 F 
CDP10.1-18-12 10,1 12 18 2 16  6,61 F 
CDP10.1-18-20 10,1 20 18 2 27  8,03 F 
CDP10.1-18-25 10,1 25 18 2 33  12,43 F 
CDP10.5-18-12 10,5 12 18 2 15  6,61 F 
CDP10.5-18-20 10,5 20 18 2 26  8,03 F 
CDP10.5-18-25 10,5 25 18 2 32  12,43 F 
CDP11-18-12 11 12 18 2 14  6,61 F 
CDP11-18-20 11 20 18 2 24  8,03 F 
CDP11-18-25 11 25 18 2 31  12,43 F 
CDP11.1-18-12 11,1 12 18 2 14  6,61 F 
CDP11.1-18-20 11,1 20 18 2 24  8,03 F 
CDP11.1-18-25 11,1 25 18 2 30  12,43 F 
CDP11.5-18-12 11,5 12 18 2 14  6,61 F 
CDP11.5-18-20 11,5 20 18 2 23  8,03 F 
CDP11.5-18-25 11,5 25 18 2 29  12,43 F 
CDP12-18-12 12 12 18 2 13  6,61 F 
CDP12-18-20 12 20 18 2 22  8,03 F 
CDP12-18-25 12 25 18 2 27  12,43 F 
CDP12.1-22-16 12,1 16 22 2 32  7,35 F 
CDP12.1-22-28 12,1 28 22 2 57  9,96 F 
CDP12.1-22-36 12,1 36 22 2 74  15,63 F 
CDP12.5-22-16 12,5 16 22 2 31  7,35 F 
CDP12.5-22-28 12,5 28 22 2 66  9,96 F 
CDP12.5-22-36 12,5 36 22 2 69  15,63 F 
CDP13-22-16 13 16 22 2 30  7,35 F 
CDP13-22-28 13 28 22 2 53  9,96 F 

Ød2 Weight Price each
Part number Ød1 I1 (n6) r (g) 1 to 4
CDP13-22-36 13 36 22 2 69  15,63 F 
CDP14-22-16 14 16 22 2 27  7,35 F 
CDP14-22-28 14 28 22 2 49  9,96 F 
CDP14-22-36 14 36 22 2 63  15,63 F 
CDP15-22-16 15 16 22 2 25  7,35 F 
CDP15-22-28 15 28 22 2 44  9,96 F 
CDP15-22-36 15 36 22 2 56  15,63 F 
CDP16-26-16 16 16 26 2 45  9,96 F 
CDP16-26-28 16 28 26 2 71  12,57 F 
CDP16-26-36 16 36 26 2 92  19,56 F 
CDP16.1-26-16 16,1 16 26 2 40  15,14 F 
CDP16.1-26-28 16,1 28 26 2 71  18,51 F 
CDP16.1-26-36 16,1 36 26 2 91  26,26 F 
CDP16.5-26-16 16,5 16 26 2 39  9,96 F 
CDP16.5-26-28 16,5 28 26 2 68  12,57 F 
CDP16.5-26-36 16,5 36 26 2 88  19,56 F 
CDP17-26-16 17 16 26 2 37  9,96 F 
CDP17-26-28 17 28 26 2 65  12,57 F 
CDP17-26-36 17 36 26 2 84  19,56 F 
CDP18-26-16 18 16 26 2 33  9,96 F 
CDP18-26-28 18 28 26 2 59  12,57 F 
CDP18-26-36 18 36 26 2 77  19,56 F 
CDP19-30-20 19 20 30 3 64  12,29 F 
CDP19-30-36 19 36 30 3 117  15,42 F 
CDP19-30-45 19 45 30 3 147  24,91 F 
CDP20-30-20 20 20 30 3 59  12,29 F 
CDP20-30-36 20 36 30 3 108  15,42 F 
CDP20-30-45 20 45 30 3 136  24,91 F 
CDP20.1-30-20 20,1 20 30 3 59  17,98 F 
CDP20.1-30-36 20,1 36 30 3 108  21,76 F 
CDP20.1-30-45 20,1 45 30 3 135  33,85 F 
CDP22-30-20 22 20 30 3 49  12,29 F 
CDP22-30-36 22 36 30 3 90  15,42 F 
CDP22-30-45 22 45 30 3 113  24,91 F 
CDP25-35-20 25 20 35 3 71  14,52 F 
CDP25-35-36 25 36 35 3 130  17,98 F 
CDP25-35-45 25 45 35 3 163  28,93 F 
CDP30-42-25 30 25 42 3 129  25,98 F 
CDP30-42-45 30 45 42 3 235  32,10 F 
CDP30-42-56 30 56 42 3 293  48,81 F 

Ød1
r

DH7

l1

Ød2

15° Rz4

Rz4
A

Atr DISCOUNTS
Qty 1+ 5+ 10+ 20+

Disc. List -5% -10% On request

Dimensions in mm
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Flanged drill bushing
CDPC

-  For guiding drill bits during repetitive drilling or 
countersinking operations

- Good resistance in operation
- Material:  
     Case hardened steel

.Info..
-  Bore tolerance: DH7

.Advantages.
-  Facilitates the drilling operation and avoids  

wear of the drill bit
- Ensures high repeatability

Dimensions in mm

Ød2 Weight Price each
Part number Ød1 I1 (n6) Ød3 I2 (g) 1 to 4
CDPC2-5-6 2 6 5 8 2 1,2  6,63 F 
CDPC2-5-9 2 9 5 8 2 1,6  7,14 F 
CDPC2.1-5-6 2,1 6 5 8 2 1,2  6,63 F 
CDPC2.1-5-9 2,1 9 5 8 2 1,5  7,14 F 
CDPC2.5-5-6 2,5 6 5 8 2 1,1  6,63 F 
CDPC2.5-5-9 2,5 9 5 8 2 1,4  7,14 F 
CDPC3-6-8 3 8 6 9 2,5 1,9  6,53 F 
CDPC3-6-12 3 12 6 9 2,5 2,6  7,14 F 
CDPC3-6-16 3 16 6 9 2,5 3,2  12,48 F 
CDPC3.1-6-8 3,1 8 6 9 2,5 1,9  6,53 F 
CDPC3.1-6-12 3,1 12 6 9 2,5 2,5  7,14 F 
CDPC3.1-6-16 3,1 16 6 9 2,5 3,2  12,48 F 
CDPC3.5-7-8 3,5 8 7 10 2,5 2,4  6,17 F 
CDPC3.5-7-12 3,5 12 7 10 2,5 3,4  6,96 F 
CDPC3.5-7-16 3,5 16 7 10 2,5 4,3  12,48 F 
CDPC4-7-8 4 8 7 10 2,5 2,3  6,17 F 
CDPC4-7-12 4 12 7 10 2,5 3,1  6,96 F 
CDPC4-7-16 4 16 7 10 2,5 3,9  12,48 F 
CDPC4.1-8-8 4,1 8 8 11 2,5 3  5,98 F 
CDPC4.1-8-12 4,1 12 8 11 2,5 4,2  6,35 F 
CDPC4.1-8-16 4,1 16 8 11 2,5 5,3  10,72 F 
CDPC4.5-8-8 4,5 8 8 11 2,5 2,9  5,98 F 
CDPC4.5-8-12 4,5 12 8 11 2,5 3,9  6,35 F 
CDPC4.5-8-16 4,5 16 8 11 2,5 5  10,72 F 
CDPC5-8-8 5 8 8 11 2,5 2,6  5,98 F 
CDPC5-8-12 5 12 8 11 2,5 3,6  6,35 F 
CDPC5-8-16 5 16 8 11 2,5 4,5  10,72 F 
CDPC5.1-10-10 5,1 10 10 13 3 5,5  6,17 F 
CDPC5.1-10-16 5,1 16 10 13 3 8,2  6,96 F 

Ød2 Weight Price each
Part number Ød1 I1 (n6) Ød3 I2 (g) 1 to 4
CDPC5.1-10-20 5,1 20 10 13 3 10  11,59 F 
CDPC5.5-10-10 5,5 10 10 13 3 5,3  6,17 F 
CDPC5.5-10-16 5,5 16 10 13 3 7,9  6,96 F 
CDPC5.5-10-20 5,5 20 10 13 3 9,6  11,59 F 
CDPC6-10-10 6 10 10 13 3 4,9  6,17 F 
CDPC6-10-16 6 16 10 13 3 7,3  6,96 F 
CDPC6-10-20 6 20 10 13 3 8,8  11,59 F 
CDPC6.1-12-10 6,1 10 12 15 3 7,7  6,96 F 
CDPC6.1-12-16 6,1 16 12 15 3 12  7,60 F 
CDPC6.1-12-20 6,1 20 12 15 3 14  12,33 F 
CDPC6.5-12-10 6,5 10 12 15 3 7,4  6,96 F 
CDPC6.5-12-16 6,5 16 12 15 3 11  7,60 F 
CDPC6.5-12-20 6,5 20 12 15 3 14  12,33 F 
CDPC7-12-10 7 10 12 15 3 7  6,96 F 
CDPC7-12-16 7 16 12 15 3 10  7,60 F 
CDPC7-12-20 7 20 12 15 3 13  12,33 F 
CDPC7.1-12-10 7,1 10 12 15 3 6,9  6,96 F 
CDPC7.1-12-16 7,1 16 12 15 3 10  7,60 F 
CDPC7.1-12-20 7,1 20 12 15 3 13  12,33 F 
CDPC7.5-12-10 7,5 10 12 15 3 6,5  6,96 F 
CDPC7.5-12-16 7,5 16 12 15 3 9,7  7,60 F 
CDPC7.5-12-20 7,5 20 12 15 3 12  12,33 F 
CDPC8-12-10 8 10 12 15 3 6  6,96 F 
CDPC8-12-16 8 16 12 15 3 9  7,60 F 
CDPC8-12-20 8 20 12 15 3 11  12,33 F 
CDPC8.1-15-12 8,1 12 15 18 3 13  7,88 F 
CDPC8.1-15-20 8,1 20 15 18 3 25  8,53 F 
CDPC8.1-15-25 8,1 25 15 18 3 26  13,38 F 
CDPC8.5-15-12 8,5 12 15 18 3 13  7,88 F 

Treated steel

DISCOUNTS
Qty 1+ 5+ 10+ 20+

Disc. List -5% -10% On request
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Ød3
Ød1

Rz6,3

DH7

DIN 509-F

Rz4

Ød2

l1

l2

Pre centering

A
CDPC

Dimensions in mm

Ød2 Weight Price each
Part number Ød1 I1 (n6) Ød3 I2 (g) 1 to 4
CDPC8.5-15-20 8,5 20 15 18 3 20  8,53 F 
CDPC8.5-15-25 8,5 25 15 18 3 25  13,38 F 
CDPC9-15-12 9 12 15 18 3 12  7,88 F 
CDPC9-15-20 9 20 15 18 3 19  8,53 F 
CDPC9-15-25 9 25 15 18 3 23  13,28 F 
CDPC9.1-15-12 9,1 12 15 18 3 12  7,88 F 
CDPC9.1-15-20 9,1 20 15 18 3 19  8,53 F 
CDPC9.1-15-25 9,1 25 15 18 3 23  13,38 F 
CDPC9.5-15-12 9,5 12 15 18 3 11  7,88 F 
CDPC9.5-15-20 9,5 20 15 18 3 18  8,53 F 
CDPC9.5-15-25 9,5 25 15 18 3 22  13,38 F 
CDPC10-15-12 10 12 15 18 3 11  7,82 F 
CDPC10-15-20 10 20 15 18 3 17  8,47 F 
CDPC10-15-25 10 25 15 18 3 20  13,28 F 
CDPC10.1-18-12 10,1 12 18 22 4 20  8,47 F 
CDPC10.1-18-20 10,1 20 18 22 4 30  9,23 F 
CDPC10.1-18-25 10,1 25 18 22 4 37  14,18 F 
CDPC10.5-18-12 10,5 12 18 22 4 19  8,47 F 
CDPC10.5-18-20 10,5 20 18 22 4 29  9,23 F 
CDPC10.5-18-25 10,5 25 18 22 4 36  14,18 F 
CDPC11-18-12 11 12 18 22 4 18  8,47 F 
CDPC11-18-20 11 20 18 22 4 28  9,23 F 
CDPC11-18-25 11 25 18 22 4 34  14,18 F 
CDPC11.1-18-12 11,1 12 18 22 4 18  8,47 F 
CDPC11.1-18-20 11,1 20 18 22 4 28  9,23 F 
CDPC11.1-18-25 11,1 25 18 22 4 34  14,18 F 
CDPC11.5-18-12 11,5 12 18 22 4 17  8,47 F 
CDPC11.5-18-20 11,5 20 18 22 4 26  9,23 F 
CDPC11.5-18-25 11,5 25 18 22 4 33  14,18 F 
CDPC12-18-12 12 12 18 22 4 16  8,47 F 
CDPC12-18-20 12 20 18 22 4 25  9,23 F 
CDPC12-18-25 12 25 18 22 4 31  14,18 F 
CDPC12.1-22-16 12,1 16 22 26 4 37  9,70 F 
CDPC12.1-22-28 12,1 28 22 26 4 62  13,78 F 
CDPC12.1-22-36 12,1 36 22 26 4 78  20,00 F 
CDPC12.5-22-16 12,5 16 22 26 4 36  9,70 F 
CDPC12.5-22-28 12,5 28 22 26 4 60  13,78 F 
CDPC12.5-22-36 12,5 36 22 26 4 76  20,00 F 
CDPC13-22-16 13 16 22 26 4 34  9,70 F 
CDPC13-22-28 13 28 22 26 4 58  13,78 F 

Ød2 Weight Price each
Part number Ød1 I1 (n6) Ød3 I2 (g) 1 to 4
CDPC13-22-36 13 36 22 26 4 73  20,00 F 
CDPC14-22-16 14 16 22 26 4 32  9,70 F 
CDPC14-22-28 14 28 22 26 4 53  13,78 F 
CDPC14-22-36 14 36 22 26 4 67  20,00 F 
CDPC15-22-16 15 16 22 26 4 29  9,70 F 
CDPC15-22-28 15 28 22 26 4 48  13,78 F 
CDPC15-22-36 15 36 22 26 4 61  20,00 F 
CDPC16-26-16 16 16 26 30 4 45  12,33 F 
CDPC16-26-28 16 28 26 30 4 76  16,14 F 
CDPC16-26-36 16 36 26 30 4 97  22,09 F 
CDPC16.1-26-16 16,1 16 26 30 4 45  17,62 F 
CDPC16.1-26-28 16,1 28 26 30 4 76  21,84 F 
CDPC16.1-26-36 16,1 36 26 30 4 96  28,59 F 
CDPC16.5-26-16 16,5 16 26 30 4 44  12,33 F 
CDPC16.5-26-28 16,5 28 26 30 4 73  16,14 F 
CDPC16.5-26-36 16,5 36 26 30 4 93  21,91 F 
CDPC17-26-16 17 16 26 30 4 42  12,33 F 
CDPC17-26-28 17 28 26 30 4 70  16,14 F 
CDPC17-26-36 17 36 26 30 4 90  21,91 F 
CDPC18-26-16 18 16 26 30 4 39  12,33 F 
CDPC18-26-28 18 28 26 30 4 64  16,14 F 
CDPC18-26-36 18 36 26 30 4 82  21,91 F 
CDPC19-30-20 19 20 30 34 5 71  16,14 F 
CDPC19-30-36 19 36 30 34 5 125  21,45 F 
CDPC19-30-45 19 45 30 34 5 154  32,16 F 
CDPC20-30-20 20 20 30 34 5 67  16,14 F 
CDPC20-30-36 20 36 30 34 5 0  21,45 F 
CDPC20-30-45 20 45 30 34 5 143  32,16 F 
CDPC20.1-30-20 20,1 20 30 34 5 66  21,45 F 
CDPC20.1-30-36 20,1 36 30 34 5 115  28,09 F 
CDPC20.1-30-45 20,1 45 30 34 5 142  41,10 F 
CDPC22-30-20 22 20 30 34 5 56  16,14 F 
CDPC22-30-36 22 36 30 34 5 97  21,45 F 
CDPC22-30-45 22 45 30 34 5 120  32,16 F 
CDPC25-35-20 25 20 35 39 5 80  20,73 F 
CDPC25-35-36 25 36 35 39 5 138  25,48 F 
CDPC25-35-45 25 45 35 39 5 171  37,98 F 
CDPC30-42-25 30 25 42 46 5 139  30,94 F 
CDPC30-42-45 30 45 42 46 5 245  36,64 F 
CDPC30-42-56 30 56 42 46 5 304  55,88 F 

Rz4

15°

DISCOUNTS
Qty 1+ 5+ 10+ 20+

Disc. List -5% -10% On request
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Albero scanalato inox 304
A fianchi paralleliACAss

b

Ød1

Ød2

Lunghezza

inox

**Prezzo del trasporto su richiesta
*Nei limiti delle disponibilità - Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 2+ 5+
Sc. Prezzo -10% Su richiesta

- Resiste a sforzi notevoli
- M ateriale:  

inox 304 (1.4301)

.Opzioni.
-  Diverse lunghezze fino a 3000 mm**

.Accessori.
-  Boccola scanalata cilindrica BCAss 

(p. 93)

Per ambienti 
agressivi

Lunghezza Prezzo unit.
N. di standard Massa per

Codice scanalature  Ød1  Ød2  b (mm) (kg/m) 1000mm
ACA6-14-1000/SS 6 11,00 14,00 3,00 1000 0,949 4  79,34 F 
ACA6-16-1000/SS 6 13,00 16,00 3,50 1000 1,287 4  92,94 F 
ACA6-20-1000/SS 6 16,00 20,00 4,00 1000 1,911 4  164,51 F 
ACA6-25-1000/SS 6 21,00 25,00 5,00 1000 3,139 4  269,40 F 
ACA6-32-1000/SS 6 26,00 32,00 6,00 1000 5,008 4  412,71 F 
ACA8-38-1000/SS 8 32,00 38,00 6,00 1000 7,433 -  591,88 F 

+0
-0,08

-0,07
-0,27

+0
-0,08 Stock*
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A fianchi paralleli BCAss

d3

L

- Resiste a sforzi notevoli
- M ateriale:  

Inox 304

.Accessori.
-  Albero scanalato inox ACAss (p. 92)

inox

b

Ød1

Ød2

Boccola scanalata cilindrica inox

SCONTI PER QUANTITÀ
Qtà 1+ 2+ 5+
Sc. Prezzo -10% Su richiesta

Per ambienti 
agressivi

*Nei limiti delle disponibilità - Dimensioni in mm

N. di Massa
Codice scanalature Ød1H7 Ød2 bD9 L Ød3

h11 (kg) Prezzo unit.
BCA6-14/SS 6 11,00 14,00 3,00 25 18,75 0,028 4  36,94 F 
BCA6-16/SS 6 13,00 16,00 3,50 30 21,75 0,047 4  43,38 F 
BCA6-20/SS 6 16,00 20,00 4,00 30 28,50 0,090 4  48,24 F 
BCA6-25/SS 6 21,00 25,00 5,00 40 36,00 0,190 4  68,22 F 
BCA6-32/SS 6 26,00 32,00 6,00 40 42,50 0,242 4  87,81 F 
BCA8-38/SS 8 32,00 38,00 6,00 40 49,70 0,304 4  102,54 F 

Stock*
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- Senza gioco, senza manutenzione
- Sostituisce i giunti EK
- Materiali: 
    Mozzo alluminio anodizzato
    Soffietto inox
-  Disallineamento angolare da 1.2° a 2°  

a seconda della lunghezza
- Rigidità torsionale elevata
- Basso momento d’inerzia
- Accoppiamento albero/mozzo senza gioco
- Tolleranze di montaggio raccomandate H7/g6
- Velocità max 15000 g/min
- T° d’utilizzo: da -30°C a +100°C
-  Alesaggio a scelta tra il Ø min. e il Ø max da 

precisare al momento dell’ordine

.Opzioni.
-  Cava chiavetta a norma DIN6885 su richiesta 

(Tolleranza JS9)
-  Orientamento delle cave per chiavetta a 180° 

l’una rispetto all’altra 
- Versione inox su richiesta

Fissaggio 

con vite di 

pressione

Giunto miniatura a soffietto
EKN Giunto per sistema asservito

Coppia: da 0.5 a 12Nm

Disallineamento Rigidità Momento Coppia di 
radiale (∆Kr) assiale (∆Ka) torsionale d’inerzia serraggio delle Massa

Codice (mm) (mm) CT dyn (103 Nm/rad) J (g cm2) viti (Nm) (g)
EKN4-20 0,10 0,20 0,25 2,0 0,5 5
EKN4-23 0,15 0,30 0,19 2,0 0,5 6
EKN4-26 0,20 0,40 0,50 2,0 0,5 7
EKN9-21 0,10 0,20 0,50 2,0 0,5 6
EKN9-25 0,15 0,30 0,38 2,3 0,5 7
EKN9-28 0,20 0,40 0,30 2,6 0,5 8
EKN15-25 0,10 0,25 0,75 7,5 1,5 12
EKN15-30 0,15 0,40 0,70 8,0 1,5 14
EKN20-26 0,10 0,30 1,50 14,0 1,5 16
EKN20-32 0,20 0,40 1,30 16,0 1,5 18
EKN20-36 0,25 0,50 1,00 17,0 1,5 20
EKN45-39 0,10 0,30 6,50 68,0 3,0 48
EKN45-48 0,20 0,50 4,00 73,0 3,0 52
EKN100-44 0,15 0,40 8,10 200,0 3,0 48
EKN100-54 0,25 0,50 6,70 220,0 3,0 58

Dimensioni in mm

Miniatura



www.ctmeca.com Tel. +(39) 011 760 95 0594 info2@ctmeca.comTel. +(39) 011 760 95 05 95aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

EKN

L ±2

C

ØAØD1 H7 ØD2 H7

E
G ISO4029 (DIN916)

cava per chiavetta 
JS9 secondo DIN 
6885 su richiesta

120°

Grande 
precisione

Coppia Prezzo unit.
ØD1/øD2 G E nominale Senza Con

Codice (H7) ØA C L (DIN 916) (mm) (Nm) chiavetta chiavetta
EKN4-20 3-9 16 6 20 M3 2,0 0,5  59,48 F  59,48 F 
EKN4-23 3-9 16 6 23 M3 2,0 0,5  59,48 F  59,48 F 
EKN4-26 3-9 16 6 26 M3 2,0 0,5  59,48 F  59,48 F 
EKN9-21 3-9 16 6 21 M3 2,0 1,1  59,48 F  59,48 F 
EKN9-25 3-9 16 6 25 M3 2,0 1,1  59,48 F  59,48 F 
EKN9-28 3-9 16 6 28 M3 2,0 1,1  59,48 F  59,48 F 
EKN15-25 3-12 20 10 25 2 x M4 3,0 1,75  59,48 F  59,48 F 
EKN15-30 3-12 20 10 30 2 x M4 3,0 1,75  59,48 F  59,48 F 
EKN20-26 3-16 25 11 26 2 x M3 2,0 2,4  59,48 F  59,48 F 
EKN20-32 3-16 25 11 32 2 x M3 2,0 2,4  59,48 F  59,48 F 
EKN20-36 3-16 25 11 36 2 x M3 2,0 2,4  59,48 F  59,48 F 
EKN45-39 6-22 33 16 39 2 x M6 4,0 5,5  84,85 F  84,85 F 
EKN45-48 6-22 33 16 48 2 x M6 4,0 5,5  84,85 F  84,85 F 
EKN100-44 6-28 40 20 44 2 x M6 4,0 12  120,07 F  120,07 F 
EKN100-54 6-28 40 20 54 2 x M6 4,0 12  120,07 F  120,07 F 

Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 2+ 4+
Sc. Prezzo -6% Su richiesta
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DKN

- Senza gioco, senza manutenzione
-  Materiali: 

  Mozzo: alluminio anodizzato 
  Soffietto: inox

-  Disallineamento angolare da 1.2°  
a 2° a seconda della lunghezza

- Rigidità torsionale elevata
- Basso momento d’inerzia
- Accoppiamento albero/mozzo senza gioco
-  Tolleranze di montaggio raccomandate 

H7/g6
- Velocità max 15000 g/min
- T° d’utilizzo: da -30°C a +100°C
-    Alesaggio a scelta tra il Ø min. e il Ø max 

da precisare al momento dell’ordine

.Opzioni.
-  Cava chiavetta a norma DIN6885 su richiesta 

(Tolleranza JS9)
-  Orientamento delle cave per chiavetta a 180° 

l’una rispetto all’altra 

.Info..
-  La serie DK non esiste più ed è sostituita dalla 

serie DKN

Coppia: da 0.4 a 10Nm

Fissaggio  

a morsetto

Giunto per sistema asservito

Coppia Disallineamento Rigidità  Momento Coppia 
nominale  radiale (∆Kr) assiale (∆Ka) angolare torsionale d’inerzia di serraggio Massa

Codice (Nm)  (mm)  (mm) (°) CT dyn (103Nm/rad) J (g cm2)  delle viti (Nm) (g)
DKN4/21 0,5 0,10 0,20 1,2 0,25 2,6 0,3 5
DKN4/24 0,5 0,15 0,30 2,0 0,19 2,6 0,3 6
DKN4/28 0,5 0,20 0,40 2,0 0,15 2,6 0,3 7
DKN9/23 1,1 0,10 0,20 1,2 0,50 2,6 0,3 6
DKN9/26 1,1 0,15 0,30 2,0 0,38 2,9 0,3 7
DKN9/30 1,1 0,20 0,40 2,0 0,30 3,2 0,3 8
DKN15/26 1,75 0,10 0,25 1,2 0,75 11,0 0,8 12
DKN15/30 1,75 0,15 0,40 2,0 0,70 12,0 0,8 14
DKN20/32 2,4 0,10 0,30 1,2 1,50 25,0 1,5 20
DKN20/38 2,4 0,20 0,40 2,0 1,30 27,0 1,5 22
DKN20/42 2,4 0,25 0,50 2,0 1,00 28,0 1,5 24
DKN45/41 5,5 0,10 0,30 1,2 6,50 98,0 3,0 58
DKN45/50 5,5 0,20 0,50 2,0 4,00 103,0 3,0 62
DKN100/47 12,0 0,15 0,40 1,2 8,10 231,0 3,0 60
DKN100/57 12,0 0,25 0,50 2,0 6,70 250,0 3,0 70

Dimensioni in mm

Giunto miniatura a soffietto

Miniatura
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DKN 

Grande 
precisione

L ±2

C

KF G ISO4762 (DIN912)

ØD1 ØD2 ØA ØH

ØH Prezzo unit.
D1/D2 diametro sporgente G Senza Con

Codice (H7) ØA C L F d’ingombro (DIN 912) K chiavetta chiavetta
DKN4/21 3-8 16 7 21 2 18 M2 5  79,66 F  79,66 F 
DKN4/24 3-8 16 7 24 2 18 M2 5  79,66 F  79,66 F 
DKN4/28 3-8 16 7 28 2 18 M2 5  79,66 F  79,66 F 
DKN9/23 3-8 16 7 23 2 18 M2 5  79,66 F  79,66 F 
DKN9/26 3-8 16 7 26 2 18 M2 5  79,66 F  79,66 F 
DKN9/30 3-8 16 7 30 2 18 M2 5  79,66 F  79,66 F 
DKN15/26 3-10 20 9 26 3 21 M2,5 7  79,66 F  79,66 F 
DKN15/30 3-10 20 9 30 3 21 M2,5 7  79,66 F  79,66 F 
DKN20/32 3-14 25 11 32 4 27 M3 9  84,85 F  84,85 F 
DKN20/38 3-14 25 11 38 4 27 M3 9  84,85 F  84,85 F 
DKN20/42 3-14 25 11 42 4 27 M3 9  84,85 F  84,85 F 
DKN45/41 5-17 33 13 41 5 34 M4 12  125,40 F  125,40 F 
DKN45/50 5-17 33 13 50 5 34 M4 12  125,40 F  125,40 F 
DKN100/47 5-24 40 14 47 5 42 M4 16  156,98 F  156,98 F 
DKN100/57 5-24 40 14 57 5 42 M4 16  156,98 F  156,98 F 

Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 2+ 4+
Sc. Prezzo -6% Su richiesta
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Giunto a soffietto
Giunto per sistema asservito

Coppia: da 22 a 600Nm
AKD

- Senza gioco, senza manutenzione
- Materiali: 
    Mozzo: alluminio
    Soffietto: inox
- Rigidità torsionale elevata
- Basso momento d’inerzia
- Accoppiamento albero/mozzo senza gioco
- Tolleranze di montaggio raccomandate H7/g6
- T° d’utilizzo: da -30°C a +100°C
-  Alesaggio a scelta tra il Ø min. e il Ø max da 

precisare al momento dell’ordine

.Opzioni.
-  Cava chiavetta a norma DIN6885 su richiesta 

(Tolleranza JS9)
-  Orientamento delle cave per chiavetta a 180° 

l’una rispetto all’altra 

Fissaggio 

a morsetto

Coppia Rigidità Rigidità Rigidità Momento Coppia di 
nominale torsionale radiale assiale d’inerzia serraggio

  Codice (Nm) (103Nm/rad) (N/mm) (N/mm) (10-3kgm2) (Nm)
AKD18 22 6 85 40 0,06 6
AKD30 36 25 220 30 0,10 12
AKD60 75 50 330 55 0,30 30
AKD80 95 75 400 55 0,90 60
AKD150 180 100 600 85 0,90 85
AKD200 240 120 450 85 1,50 100
AKD300 360 280 1500 150 3,20 120
AKD500 600 310 1000 85 4,90 190

Disallineamento Velocità 
radiale assiale max Massa

  Codice (mm) (mm) angolare (g/min) (ca.kg)
AKD18 0,2 0,5 1,5° 12700 0,14
AKD30 0,2 0,5 1,5° 10200 0,26
AKD60 0,2 0,5 1,5° 8600 0,43
AKD80 0,2 0,5 1,5° 6800 0,79
AKD150 0,2 0,5 1,5° 6800 0,79
AKD200 0,2 0,5 1,5° 6300 1,12
AKD300 0,2 0,5 1,5° 5900 1,50
AKD500 0,2 1,0 1,5° 4900 2,04

Dimensioni in mm
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AKD

Grande 
precisione

L ±2

C

KF

G ISO4762 (DIN912)

ØHØAØD1 H7 ØD2 H7

Alesaggio
ØD1/D2

  Codice (H7) C L ØA F G K H Prezzo Uni.
AKD18 8-26 20 71 45 6 M5 18 47  268,01 F 

AKD30 10-30 25 73 55 8 M6 20 56  333,53 F 

AKD60 12-35 29 89 64 10 M8 24 67  376,50 F 

AKD80 14-42 34 103 80 12 M10 28 84  426,96 F 

AKD150 14-42 34 103 80 12 M10 28 84  510,51 F 

AKD200 22-46 38 113 90 13 M12 31 93  616,59 F 

AKD300 24-60 38 115 110 13 M12 39 110  674,59 F 

AKD500 35-64 41 122 119 15 M14 43 122  864,26 F 
Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 2+ 4+
Sc. Prezzo -6% Su richiesta
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Giunto per sistema asservito
Giunto a soffietto

Codice
ØA

mini.
ØA

maxi. L ØD C F G K ØH
Prezzo unit. 1 da 2

 Senza Con
 chiavetta  chiavetta 

C

K

G ISO4762 
(DIN912)

ØH

 L ±2
F

ØDØA1 H7 ØA2 H7

Coppia: da 22 a 180Nm
AKN

Fissaggio a 

morsetto

Grande 
precisione

- Senza gioco, senza manutenzione
- Rigidità torsionale elevata
-  Accoppiamento albero/mozzo senza gioco
- Basso momento d’inerzia
-  Tolleranze di montaggio  

raccomandate H7/g6
- T° d’utilizzo da -30°C a +100°C 
- Materiali: 
    Mozzo: alluminio
    Soffietto: inox
-  Alesaggio a scelta tra il Ø min.  

e il Ø max da precisare al  
momento dell’ordine

.Opzioni.
-  Cava chiavetta a norma DIN6885  

su richiesta (Tolleranza JS9)
-  Orientamento delle cave per chiavetta  

a 180° l’una rispetto all’altra 

.Calcolo della coppia.
- Applicare la formula
T

KN
 > K x T

AS
 x J

mach
/(J

mot
+J

mach
) in Nm

Con il coefficiente di sicurezza K
K = 1.5 per movimenti regolari
K = 2 per movimenti irregolari
K = 2.5-4 per movimenti a scatti
J momento d’inerzia  
macchine e motore
T

AS
 Coppia ricercata

Codice

Velocità 
max.

(g/min)
radiale
(mm)

assiale
(mm)

angolare
Coppia 

nominale
(Nm)

Rigidità 
torsionale
(103 Nm/Rad)

Momento 
d’inerzia
(10-3kgm2)

Vite coppia   
di serraggio

(Nm)
Massa

(kg)

Disallineamento 

AKN18-63 12 700 0,2 0,5 1,5° 22 8 0,05 6 0,13
AKN30-65 10 200 0,1 0,4 1,0° 36 35 0,11 12 0,25
AKN60-78 8 600 0,1 0,4 1,0° 75 75 0,29 30 0,41
AKN80-91 6 800 0,2 0,4 1,0° 95 130 0,87 60 0,74
AKN150-91 6 800 0,2 0,4 1,0° 180 150 0,87 85 0,74

AKN18-63 8 26 63 45 20 6 M5 18 48  289,93 F  289,94 F 
AKN30-65 10 30 65 55 25 8 M6 20 55  360,26 F  360,26 F 
AKN60-78 12 35 78 64 29 10 M8 24 67  407,11 F  407,11 F 
AKN80-91 14 42 90 80 33 12 M10 28 84  462,78 F  462,79 F 
AKN150-91 14 42 90 80 33 12 M10 28 84  553,61 F  553,61 F 

Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 3+ 6+
Sc. Prezzo -8% Su richiesta
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ØT

J

E
G (DIN 933)

Ø
D

2H
7

H

ØA

L±21

ØB

Ø
D

1H
7

High 
Precision

Torque: 36 to 800Nm

Part number

- Backlash and maintenance free
- High torsional stiffness
- Low moment of inertia
- Shaft/bore link without backlash
- Recommended assembly tolerances H7/g6
- Working temperature -30°C to +100°C 
- Materials:

Hub: steel
Bellows: stainless steel

-  Please specify bore size on order (between 
min and max Ø )

 Torque calculation
- Use the formula

T
KN
 > K x T

AS
 x J

mach
/(J

mot
+J

mach
) in Nm

With following safety coefficient:
K = 1.5 for regular motion
K = 2 for irregular motion
K = 2.5 - 4 for jerky motion
Jx = moment of inertia (machine + motor)
T

as
 Required torque

radial
(mm)

axial
(mm)

Nominal 
torque
(Nm)

torsional
(103 Nm/Rad)

radial
(N/mm)

axial
(N/mm)

Moment
of inertia
(10-3kgm2)

Weight
(kg)

Tightening 
torque
(Nm)

angular
(°)

Max. 
speed
(rpm)

Stiffness Misalignement

Clamp fixing

Part number
ØA

(mm)
ØB

(mm) L
D1H7/D2H7

min. 
D1H7/D2H7

max. E J ØT G Price each  

Couplings for servo-motors
Bellow coupling

AK

AK30-60 36 25 220 30 0,15 3,0 0,28 0,2 0,5 1,5 11 000
AK60-73 72 50 330 55 0,24 8,5 0,48 0,2 0,5 1,5 9 100
AK80-91 96 75 400 55 0,65 10,0 0,85 0,2 0,5 1,5 7 000
AK150-92 180 100 600 85 0,65 14,0 0,85 0,2 0,5 1,5 7 000
AK200-93 240 120 450 85 0,87 14,0 1,00 0,2 0,5 1,5 6 700
AK300-104 360 280 1500 150 2,33 18,0 1,92 0,2 0,5 1,5 5 200
AK500-113 800 310 1000 85 5,73 26,0 2,45 0,2 1,0 1,5 4 600

AK30-60 56 55 60 9 20 53 38 31 6 x M4  328,60 F 
AK60-73 66 64 73 12 25 65 46 37 6 x M6  356,51 F 
AK80-91 82 80 91 15 35 83 61 51 6 x M6  391,74 F 
AK150-92 82 80 91 15 35 84 61 51 6 x M6  457,48 F 
AK200-93 90 90 93 15 42 85 63 56 6 x M6  535,64 F 
AK300-104 110 110 104 15 50 93 67 75 6 x M8  619,20 F 
AK500-113 122 119 113 24 55 105 72 80 6 x M8  806,06 F 

Dimensions in mm

DISCOUNTS
Qty 1+ 2+ 4+

Disc. List -6% On request
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PrincipleUFX
UNEFLEX® Tyre coupling Eco range

Quantity Description Material
2 Hub Steel
2 Pressure ring Steel
1 Tyre Rubber
- Screw Steel

.Principle.
This coupling eliminates misalignment with the simplicity 
and safety of a rubber tyre

.Advantages.
-  Maintenance-free: no routine maintenance or lubrication 

required
-  Designed for quick and easy installation and replacement 

of components without moving the hubs or realigning the 
driver or driven equipment, reducing downtime.

-  High misalignment capabilities: compensates for extremely 
large angular, axial and radial misalignments

-  Vibration dampening and shock absorption: due to its quick 
smoothing qualities, provides damping properties to the 
torsional vibration induced in the system by cyclic variation 
of the twisting moment and shocks induced by the fast load 
variation, protecting the entire system

.Application.
- For difficult alignments characteristics
- Ideal for applications with vibration and thermal expansion
- With high response to torque peaks and great shocks

NUOVO !
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Accouplement Oldham
UFX

-  Rubber tyre coupling
-  Eliminates misalignment with the simplicity  

and safety of a rubber tyre
Material 

Hubs: steel
Tread: fabric-reinforced natural rubber

- Operating temperature: -20°C to +80°C 

.Info..
- Sold pre-bored, to be bored by yourself

Dimensions in mm

Misalignement Moment Tightening
Nominal Max Max Axial Radial Angular of torque
torque torque speed max max max Relative inertia screw K1

Part numbers (Nm) (Nm) (RPM) (mm) (mm) (°) damping (kg.m2) (Nm)
UFX2-203R 50 150 5000 1,00 0,75 2 1,2 0,0019 4
UFX6-206R 100 300 5000 1,50 1,00 2 1,2 0,0043 6
UFX16-210R 200 600 4000 2,00 1,30 2 1,2 0,124 15
UFX40-214R 400 1200 4000 2,50 1,60 2 1,2 0,0347 20
UFX63-218R 800 2400 3000 3,00 2,00 2 1,2 0,118 25
Part numbers ØA ØA Mass Price
full coupling ØD ØB ØC pilot bore max L M N K1 (kg) each

UFX2-203R 104 54 40 10 28 70 30 8 6xM6 1,15  252,30 F 
UFX6-206R 136 68 55 10 38 110 45 8 8xM6 2,50  267,57 F 
UFX16-210R 178 88 70 15 48 130 50 19 8xM8 5,40  358,27 F 
UFX40-214R 210 116 92 15 65 160 65 20 12xM8 9,50  464,74 F 
UFX63-218R 263 140 107 25 75 190 75 24 8xM12 17,50  813,62 F 

Full coupling
UNEFLEX® Tyre coupling Eco range

DISCOUNTS
Qty 1+ 2+ 4+

Disc. List -5% On request

NUOVO !
K1

N
L

M M

ØB ØAØCØD
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Mounting and spare tyresUFX
Spare tyre UNEFLEX® coupling Eco range

- Tyre for UNEFLEX coupling
-  Replacement of the tyre 

without moving the machines
- Material
      Fabric-reinforced natural 

rubber (R arrangement))

.Assembly.
To assemble the Uneflex 
coupling, mount the hubs  
together with the pressure 
rings  on the shaft ends and 
align the system parts. 
The distance between the hubs 
“N” must be the one indicated 
on the data sheet.
The tyre  is mounted on the 
coupling hubs, fitted to provide 
the smallest possible gap 
between its faces. For large 
couplings, before tightening 
the pressure rings, it is 
recommended to use clamping 
bands to fit the tyre. 
The tyre is secured with the 
prescribed wrench torque by 
means of the pressure ring and 
the screws   
The fixation must be always 
carried out tightening two 
diametrally opposite screws in 
cyclic order, retightening the 
bolts after the first tightening  
as the rubber settles.
For replacing the tyre, only 
loosen the screws, until the tyre 
can be withdrawn.

Dimensions in mm

DISCOUNTS
Qty 1+ 2+ 4+

Disc. List -5% On request

N

NUOVO !

Part numbers For coupling
tyre only UFX Arrangement Prix Uni.

TYRE-203R UFX2-203R R 54,17 F
TYRE-206R UFX6-206R R 63,11 F
TYRE-210R UFX16-210R R 70,71 F
TYRE-214R UFX40-214R R 88,56 F
TYRE-218R UFX63-218R R 116,43 F



www.ctmeca.com Tel. +(39) 011 760 95 05104 info2@ctmeca.comTel. +(39) 011 760 95 05 105aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

.Selection procedure.
In order to design a coupling for a system, the following equation is used to determine the rated 
torque TN of the application: 

TN [Nm] = 
Pmotor [kW]

n [rpm]  .9549.S

T
N
 = Application rated torque [Nm]

T
MAX

 = Application peak torque [Nm]
P = Rated power of drive [kW]

n = Rated speed of engine [tr/min]
S = Service factor

The permissible rated torque T
KN
 of the coupling has to correspond at least to the rated torque TN

of the application.
The permissible maximum torque T

Kmax
 of the coupling has to correspond at least to the peak

torque T
MAX

 of the application.
Check that the coupling can accommodate required bores and rated speed.

.Service factor.
The service factor S is obtained according to the following table, from the driver type of motor and 
the driven machine group in which the coupling will be installed

.Storage and maintenance.
In order to ensure a long-life cycle of the rubber element, it is fundamental to store the tyre 
protecting it against ozone, light (specially ultra violet rays), heat and oxygen, in a room with a 
relative humidity of less than 65% with a storage temperature range between +10°C and +25°C 
and without storing in the same room disinfectants, acids, chemicals and other similar substances 
that may cause a depreciation of the tyres.
Further details of the guideline for rubber product storage can be found in the standard ISO 2230. 
The coupling design allows a perfect inspection of the transmission tyre without dismantling the 
coupling, so a periodical visual inspection is recommended.

∆KA

Axial Angular Radial Damping
∆Kw ∆KR

.Torque and misalignement.

UFXTorque and calculation
UNEFLEX® Tyre coupling Eco range

Group I: Continual load machines: such as 
generators, small fans
Group II: Variable load machines: such as small 
elevators, generators, winches
Group III: Normal size to heavy machinery: such 
as mechanical mixers, cutters, brick presses
Group IV: Heavy machinery: such as dredge 
control mechanism, sand and paper grinders, 
compound mills
Group V: Heavy machinery of variable power 
consumption such as large drilling installations, 
roller tables for mills

Driver motor type
Driven machine group No.

I II III IV V
Electric motor
Steam turbine 1,0 1,5 2,0 2,5 3,0

Gas machine
Hydraulic turbine
Diesel 4-6 cylinders

1,5 2,0 2,5 3,0 3,2

Diesel 2-3 cylinders
4 Stroke motor 2,2 2,5 2,8 3,2 3,5

Diesel 1-2 cylinders 2,6 2,8 3,0 3,5 4,0
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Hss Sollecitazioni intense DIN808-7551

45º

ØAH7 ØD

C

L

Coppia (Nm)
a 250 a 500 a 1000 a 2000 a 3000 a 4000

Codice ØD ØA C L g/min g/min g/min g/min g/min g/min Prezzo unit.
H03-A-10/10/SS 20 10 18 62 21,12 16,32 13,44 10,56 9,60 8,64  102,73 F 
H05-A-14/14/SS 25 14 20 74 32,64 27,84 23,04 21,12 19,20 17,28  102,73 F 
H1-A-16/16/SS 32 16 24 86 62,40 52,80 43,20 38,40 35,52 30,72  113,71 F 
H3-A-20/20/SS 40 20 30 108 134,40 115,20 96,00 76,80 67,20 62,40  137,24 F 
H5-A-25/25/SS 50 25 38 132 192,00 163,20 124,80 105,60 86,40 81,60  176,10 F 
H6-A-30/30/SS 63 30 45 166 288,00 259,20 220,80 182,40 153,60 134,40  227,44 F 

Dimensioni in mm

Ad aghi

inox

- Serie standard versione inox
- Cuscinetti ad aghi
- Angolo di disallineamento max. 45°
- M ateriale: 

Inox X5CrNi1810, 
Cuscinetto inox X20Cr13

- Velocità max. 3600 g/min

 Applicazioni.
-  Per velocità di rotazione elevate
-  Per applicazioni che necessitano di un 

gioco ridotto
-  Industrie farmaceutiche e alimentari

 Opzioni.
-  Modifica alesaggio, cava per 

chiavetta

 Accessori.
-  Non dimenticate il manicotto M 

(tome  p. 92)

Angolo Fattore
5º 1,25

10° 1,00
20° 0,75
30° 0,45
40° 0,30

Influenza dell’angolo di lavoro
Le coppie indicate corrispondono ad un angolo di 10°.
Occorre dunque ponderarle con i fattori
qui a fianco in funzione dell’angolo 
di lavoro.
Es.: 100Nm da trasmettere a 20°
calcolo: 100/0,75=133,33

Giunto cardanico semplice ad aghi inox

SCONTI PER QUANTITÀ
Qtà 1+ 2+ 4+
Sc. Prezzo -15% Su richiesta
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Giunto cardanico doppio ad aghi inox
HDssSollecitazioni intense DIN808-7551

45º

ØAH7 ØD

C

L

M

Coppia (Nm)
a 250 a 500 a 1000 a 2000 a 3000 a 4000

Codice ØD ØA C M L g/min g/min g/min g/min g/min g/min Prezzo unit.
HD03-A-10/10/SS 20 10 18 26 88 21,12 16,32 13,44 10,56 9,60 8,64  205,46 F 
HD05-A-14/14/SS 25 14 19 33 104 32,64 27,84 23,04 21,12 19,20 17,28  205,46 F 
HD1-A-16/16/SS 32 16 24 39 125 62,40 52,80 43,20 38,40 35,52 30,72  227,44 F 
HD3-A-20/20/SS 40 20 30 48 156 134,40 115,20 96,00 76,80 67,20 62,40  274,47 F 
HD5-A-25/25/SS 50 25 37 59 188 192,00 163,20 124,80 105,60 86,40 81,60  352,20 F 
HD6-A-30/30/SS 63 30 41 80 238 288,00 259,20 220,80 182,40 153,60 134,40  454,88 F 

Dimensioni in mm

inox

Ad aghi
- Serie standard versione inox
- Cuscinetti ad aghi
- Angolo di disallineamento max. 45°
- M ateriale: 

Inox X5CrNi1810, 
Cuscinetto inox X20Cr13

- Velocità max. 3600 g/min

 Applicazioni.
-  Per velocità di rotazione elevate
-  Per applicazioni che necessitano 

di un gioco ridotto
-  Industrie farmaceutiche 

e alimentari

 Opzioni.
-  Modifica alesaggio, cava per 

chiavetta

 Accessori.
-  Non dimenticate il manicotto M 

(tome  p. 92)

Angolo Fattore
5º 1,25

10° 1,00
20° 0,75
30° 0,45
40° 0,30

Influenza dell’angolo di lavoro
Le coppie indicate corrispondono ad un angolo di 10°.
Occorre dunque ponderarle con i fattori
qui a fianco in funzione dell’angolo 
di lavoro.
Es.: 100Nm da trasmettere a 20°
calcolo: 100/0,75=133,33

SCONTI PER QUANTITÀ
Qtà 1+ 2+ 4+
Sc. Prezzo -15% Su richiesta
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CTss Sollecitazioni normale

L
min/ ØA Prezzo

Codici max (H7) ØD L1 L2 B Corsa E F ØDE unit.
CT10-210/230/SS 210/230 10 22 76 25 30 20 11 14 21,2  380,97 F 
CT10-220/250/SS 220/250 10 22 76 25 30 30 11 14 21,2  380,97 F 
CT10-240/290/SS 240/290 10 22 76 25 30 50 11 14 21,2  380,97 F 
CT10-260/300/SS 260/300 10 22 76 25 30 40 11 14 21,2  380,97 F 
CT10-280/370/SS 280/370 10 22 76 25 30 90 11 14 21,2  380,97 F 
CT12-220/230/SS 220/230 12 25 86 29 35 10 13 16 26,5  396,22 F 
CT12-230/250/SS 230/250 12 25 86 29 35 20 13 16 26,5  396,20 F 
CT12-250/290/SS 250/290 12 25 86 29 35 40 13 16 26,5  396,22 F 
CT12-290/370/SS 290/370 12 25 86 29 35 80 13 16 26,5  396,20 F 
CT12-330/450/SS 330/450 12 25 86 29 35 120 13 16 26,5  396,22 F 
CT14-240/260/SS 240/260 14 29 90 30 35 20 13 16 26,5  412,18 F 
CT14-260/300/SS 260/300 14 29 90 30 35 40 13 16 26,5  412,18 F 
CT14-280/340/SS 280/340 14 29 90 30 35 60 13 16 26,5  412,18 F 
CT14-320/420/SS 320/420 14 29 90 30 35 100 13 16 26,5  412,18 F 
CT14-380/500/SS 380/500 14 29 90 30 35 120 13 16 26,5  412,18 F 
CT14-440/600/SS 440/600 14 29 90 30 35 160 13 16 26,5  412,18 F 
Dimensioni in mm

ØAØAØD

Lunghezza L

L2 L2
L1 L1Corsa B

ØDE

inox

SCONTI PER QUANTITÀ
Qtà 1+ 2+ 4+
Sc. Prezzo -15% Su richiesta

-  Serie standard versione 
inox

- Cuscinetti lisci
-  Angolo di disallineamento 

max. 45°
- M ateriale: 

Inox 304
-  Velocità max.  

800 g/min
-  Coppia trasmissibile, 

vedere giunto  
cardanico JCD

 Applicazioni.
-  Industrie  

farmaceutiche  
e alimentari

 Accessori.
-  Non dimenticare  

il copri-giunto M 
(tome  p. 92)

Giunto cardanico telescopico inox
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CTss

L
min/ ØA Prezzo

 Codici max (H7) ØD L1 L2 B Corsa E F ØDE unit.
CT16-250/270/SS 250/270 16 32 95 30 40 20 16 20 32,5  420,02 F 
CT16-260/290/SS 260/290 16 32 95 30 40 30 16 20 32,5  420,01 F 
CT16-290/350/SS 290/350 16 32 95 30 40 60 16 20 32,5  420,01 F 
CT16-330/430/SS 330/430 16 32 95 30 40 100 16 20 32,5  420,01 F 
CT16-400/570/SS 400/570 16 32 95 30 40 170 16 20 32,5  420,01 F 
CT16-500/720/SS 500/720 16 32 95 30 40 220 16 20 32,5  420,01 F 
CT18-270/280/SS 270/280 18 37 108 35 40 10 16 20 32,5  475,44 F 
CT18-280/300/SS 280/300 18 37 108 35 40 20 16 20 32,5  475,44 F 
CT18-300/340/SS 300/340 18 37 108 35 40 40 16 20 32,5  475,44 F 
CT18-330/400/SS 330/400 18 37 108 35 40 70 16 20 32,5  475,44 F 
CT18-380/500/SS 380/500 18 37 108 35 40 120 16 20 32,5  475,44 F 
CT18-450/620/SS 450/620 18 37 108 35 40 170 16 20 32,5  475,44 F 
CT20-280/290/SS 280/290 20 40 108 32 48 10 18 22 41,5  483,42 F 
CT20-290/310/SS 290/310 20 40 108 32 48 20 18 22 41,5  483,42 F 
CT20-310/350/SS 310/350 20 40 108 32 48 40 18 22 41,5  483,42 F 
CT20-350/430/SS 350/430 20 40 108 32 48 80 18 22 41,5  483,44 F 
CT20-400/530/SS 400/530 20 40 108 32 48 130 18 22 41,5  483,42 F 
CT20-500/730/SS 500/730 20 40 108 32 48 230 18 22 41,5  483,42 F 
CT20-550/830/SS 550/830 20 40 108 32 48 280 18 22 41,5  483,42 F 
CT22-320/330/SS 320/330 22 47 127 38 48 10 21 25 47,5  609,57 F 
CT22-330/350/SS 330/350 22 47 127 38 48 20 21 25 47,5  609,57 F 
CT22-350/390/SS 350/390 22 47 127 38 48 40 21 25 47,5  609,57 F 
CT22-390/470/SS 390/470 22 47 127 38 48 80 21 25 47,5  609,57 F 
CT22-460/600/SS 460/600 22 47 127 38 48 140 21 25 47,5  609,57 F 
CT22-560/800/SS 560/800 22 47 127 38 48 240 21 25 47,5  609,57 F 
CT25-340/350/SS 340/350 25 50 140 44 48 10 23 28 47,5  692,96 F 
CT25-350/370/SS 350/370 25 50 140 44 48 20 23 28 47,5  692,96 F 
CT25-370/400/SS 370/400 25 50 140 44 48 30 23 28 47,5  692,96 F 
CT25-400/460/SS 400/460 25 50 140 44 48 60 23 28 47,5  692,96 F 
CT25-450/550/SS 450/550 25 50 140 44 48 100 23 28 47,5  692,96 F 
CT25-500/650/SS 500/650 25 50 140 44 48 150 23 28 47,5  692,96 F 
CT25-600/850/SS 600/850 25 50 140 44 48 250 23 28 47,5  692,96 F 
CT30-420/430/SS 420/430 30 58 178 58 48 10 26 32 60  943,37 F 
CT30-430/450/SS 430/450 30 58 178 58 48 20 26 32 60  943,37 F 
CT30-450/490/SS 450/490 30 58 178 58 48 40 26 32 60  943,37 F 
CT30-490/570/SS 490/570 30 58 178 58 48 80 26 32 60  943,37 F 
CT30-550/690/SS 550/690 30 58 178 58 48 140 26 32 60  943,37 F 
CT30-650/890/SS 650/890 30 58 178 58 48 240 26 32 60  943,37 F 
Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 2+ 4+
Sc. Prezzo -15% Su richiesta



www.ctmeca.com Tel. +(39) 011 760 95 05110 info2@ctmeca.comTel. +(39) 011 760 95 05 111aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

*Nei limiti delle disponibilità - Dimensioni in mm

Giunto rigido in 2 parti
Smontaggio semplice

-  Giunto rigido per applicazione 
senza disallineamento

-  Trasmissione affidabile della 
coppia

- Senza gioco
- Smontaggio semplice
- Con 8 viti di serraggio
- Non danneggia l'albero
-  Materiali:

Acciaio
inox

.Info..
-  Sostituisce i giunti SC

SC2

L

ØA

ØD

Vite di Coppia Prezzo unit.
Codice ØA ØD L serraggio max (Nm) Da 1 a 5

Acciaio
SC2-6 6 18 30 M3x8 30 4  43,08 F 
SC2-8 8 24 35 M3x10 50 4  50,27 F 
SC2-10 10 29 45 M4x12 100 4  56,63 F 
SC2-12 12 29 45 M4x12 100 4  56,63 F 
SC2-14 14 34 50 M5x16 190 4  63,69 F 
SC2-15 15 34 50 M5x16 190 4  61,39 F 
SC2-16 16 35 50 M5x16 190 4  59,44 F 
SC2-20 20 42 65 M6x16 350 4  69,70 F 
SC2-25 25 45 75 M6x16 390 4  73,72 F 
SC2-30 30 53 83 M6x18 475 4  102,27 F 
SC2-35 35 67 95 M8x25 1100 -  120,49 F 
SC2-40 40 77 108 M8x25 1325 4  163,59 F 
SC2-50 50 85 124 M10x25 2250 -  211,24 F 
inox
SC2-6/SS 6 18 30 M3x8 25 4  68,35 F 
SC2-8/SS 8 24 35 M3x10 40 4  69,70 F 
SC2-10/SS 10 29 45 M4x12 90 4  84,46 F 
SC2-12/SS 12 29 45 M4x12 90 4  98,83 F 
SC2-14/SS 14 34 50 M5x16 160 -  113,18 F 
SC2-15/SS 15 34 50 M5x16 160 4  113,18 F 
SC2-16/SS 16 35 50 M5x16 160 -  115,86 F 
SC2-20/SS 20 42 65 M6x16 300 4  153,84 F 
SC2-25/SS 25 45 75 M6x16 325 4  163,59 F 
SC2-30/SS 30 53 83 M6x18 400 -  244,20 F 
SC2-35/SS 35 67 95 M8x25 925 -  334,60 F 
SC2-40/SS 40 77 108 M8x25 1100 -  468,93 F 
SC2-50/SS 50 85 124 M10x25 1875 -  571,52 F 

SCONTI PER QTÀ acciaio
Qtà 1+ 6+ 20+ 40+
Sc. Prezzo -15% -20% Su richiesta

SCONTI PER QTÀ inox
Qtà 1+ 6+ 10+
Sc. Prezzo -15% Su richiesta

Stock*

acciaio o inox
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Calettatore di bloccaggio autocentrante acciaio
Senza ghiera SUP

-  Calettatore di serraggio esagonale Autocentrante
-  Efficace per tutti i tipi di montaggio 

albero-pignone come i pignoni a catena, 
le ruote dentate, le pulegge ecc…

- M ateriali:  
Parte esterna: acciaio zincato tramite galvanizzazione 
Parte interna: acciaio nichelato 
Dado: acciaio nichelato

.Info.
- Ta: Coppia di serraggio del dado
- M: Coppia trasmissibile
- Fa: Carico assiale trasmissibile
- Pw: Pressione sulla superficie dell’albero
- Pn: Pressione sulla superficie del mozzo

*Nei limiti delle disponibilità - Dimensioni in mm

Ta M Fa Pw Pn Prezzo
max. max. max. max. max. unit.

Codice Ød1 Ød2 L1 L2 SW  (Nm)  (Nm) (kN) (N/mm2) (N/mm2) da 1 a 5
SUP-005 5 14 19 15 14 9,9 10,1 4,0 264 96 4  36,95 F 
SUP-006 6 14 19 15 14 9,9 12,1 4,0 220 96 4  36,67 F 
SUP-008 8 16 22 17 16 16,9 23,4 5,8 179 91 4  38,16 F 
SUP-010 10 20 24 19 22 34,9 48,6 9,7 221 115 4  40,58 F 
SUP-012 12 22 24 19 22 43,8 65,3 10,9 206 117 4  44,02 F 
SUP-014 14 26 28 22 27 65,0 93,0 13,3 178 99 4  47,91 F 
SUP-015 15 26 28 22 27 65,0 99,0 13,3 166 99 4  47,91 F 
SUP-016 16 26 28 22 27 65,0 106,0 13,3 156 99 4  47,91 F 
SUP-018 18 35 36 27 36 161,0 223,0 24,8 224 125 -  52,70 F 
SUP-020 20 35 36 27 36 161,0 248,0 24,8 201 125 4  52,32 F 
SUP-022 22 42 41 30 46 250,0 349,0 31,8 197 110 4  58,00 F 
SUP-024 24 42 41 30 46 250,0 381,0 31,8 180 110 -  57,58 F 
SUP-025 25 42 41 30 46 250,0 397,0 31,8 173 110 4  58,00 F 
SUP-030 30 47 44 33 50 355,0 605,0 40,4 162 110 4  67,72 F 
SUP-032 32 55 51 38 55 490,0 764,0 47,8 166 102 -  80,57 F 
SUP-035 35 55 51 38 55 490,0 836,0 47,8 151 102 4  80,57 F 

Stock*

Ød1H9 D2h9

Ød2

L1
L2 SW

Ød1

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prezzo -5% Su richiesta

Tempo di 

montaggio ridotto
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*Depending on availability - Dimensions in mm

Medium/high torqueRTT

- Inserts between the shaft and the bore
- High transmissible torque
- Contact pressure spread evenly
- Easy to assemble and dismantle
- Reduced width
- Backlash free
- No constraints due to keyway
-  Increases the resistant part of the section 

of the shaft
-  Suitable for alternating rotational movements
- Up to 4 units can be used together
- Materials:

Body: steel
Screws: steel DIN 912 12.9

 Options
-   Other diameters available  

(up to 220mm bore)
- Stainless steel version

.Info..
- **PN: hub surface pressure
- **PW: shaft surface pressure

Locking assembly not self-centering

ØDØA

L

 Part number     ØA     ØD    L H
Screw

M

Tightening
torque 
TA(Nm)

Transmissible  
torque
T (Nm)

**PW 
(N/

mm2)
**PN 

(N/mm2)

Price 
each
1 to 5Stock*

RTT20-47 20 47 20 28 8xM6x18 14 270 210 90 4  16,30 F 
RTT22-47 22 47 20 28 8xM6x18 14 300 195 90 4  16,30 F 
RTT24-50 24 50 20 28 9xM6x18 14 360 195 95 4  16,82 F 
RTT25-50 25 50 20 28 9xM6x18 14 380 190 85 4  16,82 F 
RTT28-55 28 55 20 28 10xM6x18 14 500 187 96 -  18,78 F 
RTT30-55 30 55 20 28 10xM6x18 14 530 176 96 4  20,39 F 
RTT32-60 32 60 20 28 12xM6x18 14 630 192 105 -  20,62 F 
RTT35-60 35 60 20 28 12xM6x18 14 700 180 105 -  20,68 F 
RTT38-65 38 65 20 28 14xM6x18 14 860 183 107 -  22,71 F 
RTT40-65 40 65 20 28 14xM6x18 14 910 180 110 4  22,99 F 
RTT42-75 42 75 24 34 12xM8x22 35 1500 226 125 -  28,34 F 
RTT45-75 45 75 24 34 12xM8x22 35 1610 210 125 -  28,60 F 
RTT48-80 48 80 24 34 12xM8x22 35 1700 196 115 -  29,89 F 
RTT50-80 50 80 24 34 12xM8x22 35 1770 190 115 4  29,92 F 
RTT55-85 55 85 24 34 14xM8x22 35 2270 200 130 -  32,92 F 
RTT60-90 60 90 24 34 14xM8x22 35 2470 180 120 4  34,72 F 
RTT65-95 65 95 24 34 16xM8x22 35 3040 190 130 -  37,79 F 
RTT70-110 70 110 28 40 14xM10x25 70 4600 210 130 -  49,71 F 
RTT75-115 75 115 28 40 14xM10x25 70 4900 195 125 -  53,85 F 
RTT80-120 80 120 28 40 14xM10x25 70 5200 180 120 -  56,80 F 
RTT85-125 85 125 28 40 16xM10x25 70 6300 195 130 -  60,46 F 
RTT90-130 90 130 28 40 16xM10x25 70 6600 180 125 -  59,80 F 
RTT95-135 95 135 28 40 18xM10x25 70 7900 195 135 -  66,72 F 
RTT100-145 100 145 33 47 14xM12x30 125 9600 195 135 -  79,32 F 

DISCOUNTS
Qty 1+ 6+ 20+ 40+ 60+ 100+

Disc. List -10% -15% -20% -25% On request
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RTTss

- Inserts between the shaft and the bore
- High transmissible torque
- Contact pressure spread evenly
- Easy to assembly and dismantle
- Reduced width
- Backlash free
- No constraints due to keyway
- Increases the resistant part of the shaft
- Suitable for alternating movement
- Up to 4 units can be used together
- Material 
     Stainless steel

.Info..
- **PN : hub surface pressure
- **Pw : shaft surface pressure

Medium/high torque - not self-centering

ØDØA

L
L2

L1

Stainless

steel

Stainless steel locking assembly

Dimensions in mm

Tightening Transmissible
torque torque **Pw **PN

Part number ØA ØD L1 L L2 Screw M TA (Nm) T (Nm) (N/mm²) (N/mm²) Price each
RTT20-47/SS 20 47 26 20 17 8xM6x18 8 110 133 57 -  43,75 F 
RTT22-47/SS 22 47 26 20 17 8xM6x18 8 120 131 57 -  44,23 F 
RTT24-50/SS 24 50 26 20 17 9xM6x18 8 150 125 60 -  45,71 F 
RTT25-50/SS 25 50 26 20 17 9xM6x18 8 155 120 60 -  44,99 F 
RTT28-55/SS 28 55 26 20 17 9xM6x18 8 170 107 55 -  48,15 F 
RTT30-55/SS 30 55 26 20 17 9xM6x18 8 185 100 55 -  49,60 F 
RTT32-60/SS 32 60 26 20 17 12xM6x18 8 265 125 66 -  51,80 F 
RTT35-60/SS 35 60 26 20 17 12xM6x18 8 290 114 67 -  51,88 F 
RTT38-65/SS 38 65 26 20 17 15xM6x18 8 390 131 77 -  59,85 F 
RTT40-65/SS 40 65 26 20 17 15xM6x18 8 410 125 77 -  67,34 F 
RTT42-75/SS 42 75 32 24 20 12xM8x22 18 595 138 78 -  77,17 F 
RTT45-75/SS 45 75 32 24 20 12xM8x22 18 635 129 78 -  81,17 F 
RTT48-80/SS 48 80 32 24 20 12xM8x22 18 680 121 73 -  85,33 F 
RTT50-80/SS 50 80 32 24 20 12xM8x22 18 700 116 73 -  91,28 F 

REMISES
Qty 1+ 2+ 5+

Disc. List -5% On request
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 Part number ØA ØG ØD L
Screw
M K

Tightening 
torque

 TA(Nm)

Transmissible
torque

 T (Nm)
*Pw 

(N/mm2)
*Pn 

(N/mm2)

Price 
each
1 to 5

*Depending on availabiliity - Dimensions in mm

Self-centering flanged locking assembly
RT25

-  Inserts between the shaft and the bore
- High transmissible torque
- Contact pressure spread evenly
- Easy  to assembly and dismantle
- Reduced width
- Backlash free
- No constraints due to keyway
-  Increases the resistant part of  

the section of the shaft
-  Suitable for alternating rotational 

movements

.Options
-  Other diameters available 

(up to 100mm bore)

.Info.
- * PN: hub surface pressure
- * Pw: shaft surface pressure

Medium/high torque

6+
-20%

10+
-30%

20+
-40%

40+
-50%

60+
On request

1+
List

Qty.
Disc.

DISCOUNTS

Stock*
RT25-6-14 6 14 25 22,5 3xM3x10 10,0 2,2 12 190 80 4  26,83 F 
RT25-8-15 8 15 27 25,5 3xM4x12 12,0 5,0 29 205 110 4  23,30 F 
RT25-9-16 9 16 28 27,5 3xM4x12 14,0 5,0 31 150 85 4  23,50 F 
RT25-10-16 10 16 28 27,5 3xM4x12 14,0 5,0 35 140 85 4  23,65 F 
RT25-11-18 11 18 32 27,5 4xM4x12 14,0 5,0 52 170 105 4  23,60 F 
RT25-12-18 12 18 32 27,5 4xM4x12 14,0 5,0 58 150 100 4  23,59 F 
RT25-14-23 14 23 39 27,5 4xM4x12 14,0 5,0 69 140 80 4  21,19 F 
RT25-16-24 16 24 45 36,5 4xM6x12 16,0 17,0 180 148 98 4  23,95 F 
RT25-18-26 18 26 47 39,5 4xM6x18 19,0 17,0 200 180 125 4  24,44 F 
RT25-19-27 19 27 49 39,5 4xM6x18 19,0 17,0 210 170 120 4  24,28 F 
RT25-20-28 20 28 50 39,5 4xM6x18 19,0 17,0 220 160 115 4  24,63 F 
RT25-22-32 22 32 54 46,5 4xM6x18 26,0 17,0 250 115 80 4  26,74 F 
RT25-24-34 24 34 56 46,5 6xM6x18 26,0 17,0 395 146 102 4  26,82 F 
RT25-25-34 25 34 56 46,5 6xM6x18 26,0 17,0 410 140 102 4  27,48 F 
RT25-28-39 28 39 61 46,5 6xM6x18 25,5 17,0 465 135 98 4  30,45 F 
RT25-30-41 30 41 62 46,5 6xM6x18 25,5 17,0 510 127 90 4  31,17 F 
RT25-32-43 32 43 65 46,5 8xM6x18 25,5 17,0 705 146 108 4  33,99 F 
RT25-35-47 35 47 69 52,5 8xM6x18 31,5 17,0 790 105 80 -  34,77 F 
RT25-38-50 38 50 72 52,5 8xM6x18 31,5 17,0 860 100 76 4  38,83 F 
RT25-40-53 40 53 75 52,5 8xM6x18 31,5 17,0 900 96 72 4  41,10 F 
RT25-42-55 42 55 78 52,5 8xM6x18 31,5 17,0 940 90 70 -  45,34 F 
RT25-45-59 45 59 86 71,0 8xM8x22 45,0 41,0 1840 110 85 -  61,31 F 
RT25-48-62 48 62 87 71,0 8xM8x22 45,0 41,0 2000 105 80 -  65,86 F 
RT25-50-65 50 65 92 71,0 8xM8x22 45,0 41,0 2100 100 75 -  72,01 F 
RT25-55-71 55 71 98 81,0 9xM8x22 55,0 41,0 2580 85 65 -  85,73 F 

K

L

ØGØAØD
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RT25ss

-  Inserts between the shaft and the 
bore

- High transmissible torque
- Contact pressure spread evenly
- Easy to assembly and dismantle
- Reduced width
- Backlash free
- No constraints due to keyway
- Increases the resistant part of the shaft
-  Suitable for alternating rotational 

movement
- Material 
     Stainless steel

.Info..
- **Pn : hub surface pressure
- **Pw : shaft surface pressure

Medium/high torque
Stainless steel self-centering flanged locking assembly

K

L
L1

ØGØAØD Stainless 

steel

Dimensions in mm

Tightening Transmissible
torque torque **Pw **PN

 Part number ØA ØG ØD L1 L K Screw M TA (Nm) T (Nm) (N/mm²) (N/mm²) Price each
RT25-10-16/SS 10 16 29 31 27 14 4xM4x12 2 22 82 51  27,48 F 
RT25-12-18/SS 12 18 32 32 28 14 4xM4x12 2 26 69 46  28,73 F 
RT25-14-23/SS 14 23 38 32 28 14 4xM4x12 2 30 59 36  31,92 F 
RT25-15-24/SS 15 24 44 43 37 16 4xM6x18 8 73 107 67  44,13 F 
RT25-16-24/SS 16 24 44 43 37 16 4xM6x18 8 78 101 67  44,19 F 
RT25-18-26/SS 18 26 47 45 39 18 4xM6x18 8 87 79 55  44,02 F 
RT25-19-27/SS 19 27 49 45 39 18 4xM6x18 8 92 75 53  44,55 F 
RT25-20-28/SS 20 28 50 45 39 18 4xM6x18 8 97 71 51  47,99 F 
RT25-22-32/SS 22 32 54 52 46 25 4xM6x18 8 105 47 32  53,68 F 
RT25-24-34/SS 24 34 56 52 46 25 6xM6x18 8 175 64 45  62,23 F 
RT25-25-34/SS 25 34 56 52 46 25 6xM6x18 8 180 62 45  61,52 F 
RT25-28-39/SS 28 39 61 52 46 25 6xM6x18 8 200 55 40  66,58 F 
RT25-30-41/SS 30 41 62 52 46 25 6xM6x18 8 220 51 38  74,88 F 
RT25-32-43/SS 32 43 65 52 46 25 8xM6x18 8 310 64 48  80,69 F 
RT25-35-47/SS 35 47 66 59 53 32 8xM6x18 8 340 46 34  85,93 F 
RT25-38-50/SS 38 50 72 59 53 32 8xM6x18 8 370 42 32  93,10 F 
RT25-40-53/SS 40 53 75 59 53 32 8xM6x18 8 390 40 30  110,45 F 
RT25-42-55/SS 42 55 78 59 53 32 8xM6x18 8 410 39 29  115,39 F 
RT25-45-59/SS 45 59 86 78 70 45 8xM8x22 18 820 48 36  161,45 F 
RT25-48-62/SS 48 62 87 78 70 45 8xM8x22 18 880 45 35  165,96 F 
RT25-50-65/SS 50 65 92 78 70 45 8xM8x22 18 910 43 33  199,73 F 

DISCOUNTS
Qty 1+ 2+ 5+

Disc. List -5% On request
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RT61

- Inserts between the shaft and the bore
- Contact pressure spread evenly
- Easy to assembly and dismantle
- Reduced width
- Backlash free
- No constraints due to keyway
- Increases the resistant part of the shaft
-  Suitable for alternating rotational 

movement
- Material 
     Steel C45E

.Info..
- **Pn: hub surface pressure
- **Pw: shaft surface pressure

Torque medium/low
Self-centering locking assembly

ØG ØA

L

L1

Dimensions in mm

DISCOUNT
Qty 1+ 6+ 20+ 40+ 60+ 100+

Disc. List -10% -15% -20% -25% On request
Tightening Transmissible

torque torque PW** PN* Price each
 Part number ØA ØG L L1 Screw M TA (Nm) T (Nm) (N/mm2) (N/mm2) 1 to 5

RT61-10-20 10 20 15,5 13 4xM2,5x12 1,2 19 89 45  7,48 F 
RT61-12-22 12 22 15,5 13 4xM2,5x12 1,2 23 75 41  7,75 F 
RT61-14-26 14 26 20,0 17 4xM3x16 2,1 39 71 38  8,19 F 
RT61-15-28 15 28 20,0 17 4xM3x16 2,1 42 66 35  8,19 F 
RT61-16-32 16 32 21,0 17 4xM4x16 4,9 77 107 54  9,17 F 
RT61-18-35 18 35 25,0 21 4xM4x20 4,9 87 77 40  9,48 F 
RT61-19-35 19 35 25,0 21 4xM4x20 4,9 91 73 40  9,48 F 
RT61-20-38 20 38 26,0 21 4xM5x20 10,0 157 113 60  9,83 F 
RT61-22-40 22 40 26,0 21 4xM5x20 10,0 173 103 57  11,18 F 
RT61-24-47 24 47 32,0 26 4xM6x24 17,0 268 110 56  13,08 F 
RT61-25-47 25 47 32,0 26 4xM6x24 17,0 279 105 56  13,27 F 
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RT61ss

- Inserts between the shaft and the bore
- Contact pressure spread evenly
- Easy to assembly and dismantle
- Reduced width
- Backlash free
- No constraints due to keyway
- Increases the resistant part of the shaft
- Suitable for alternating rotational
movement
- Material 
     Stainless steel

.Info..
- **Pn: hub surface pressure
- **Pw: shaft surface pressure

Torque medium/low
 Stainless steel self-centering locking assembly

ØG ØA

L

L1

stainless
steel

Dimensions in mm

DISCOUNT
Qty 1+ 2+ 5+

Disc. List -5% On request
Tightening Transmissible

torque torque PW** PN*
 Part number ØA ØG L L1 Screw M TA (Nm) T (Nm) (N/mm2) (N/mm2) Price each

RT61-10-20/SS 10 20 15,5 13 4xM2,5x12 0,5 6 33 17  20,53 F 
RT61-12-22/SS 12 22 15,5 13 4xM2,5x12 0,5 7 26 15  20,79 F 
RT61-14-26/SS 14 26 20,0 17 4xM3x16 0,9 13 28 15  22,24 F 
RT61-15-28/SS 15 28 20,0 17 4xM3x16 0,9 14 26 14  22,66 F 
RT61-16-32/SS 16 32 21,0 17 4xM4x16 2,2 28 45 23  23,96 F 
RT61-18-35/SS 18 35 25,0 21 4xM4x20 2,2 32 32 17  26,02 F 
RT61-19-35/SS 19 35 25,0 21 4xM4x20 2,2 34 31 17  26,09 F 
RT61-20-38/SS 20 38 26,0 21 4xM5x20 4,2 55 45 24  28,02 F 
RT61-22-40/SS 22 40 26,0 21 4xM5x20 4,2 61 41 23  31,44 F 
RT61-24-47/SS 24 47 32,0 26 4xM6x24 7,3 96 44 23  36,62 F 
RT61-25-47/SS 25 47 32,0 26 4xM6x24 7,3 100 43 23  39,49 F 
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 Part number ØA ØD  L1 L2 L3 L
Transmissible

torque
(Nm)

Pw
(N/mm2)

Tightening 
torque
(Nm)

Screws
 No. Type

Pn
(N/mm2)

Price each 
1 to 5

L
L2
L1

L3

Self-centering locking assembly 
Medium/high torqueRT70

-  Inserts between the shaft and the bore
- High transmissible torque
- Contact pressure spread evenly
-  Easy  to assemble and dismantle
- Backlash free
- No constraints due to keyway
-  Increases the resistant part  

of the section of the shaft
-  Suitable for alternating rotational 

movements
-  Materials:

Body: steel
Screws: steel DIN 912 12.9

.Options.
-  Other diameters available 

(up to 180mm bore)

.Info..
- * PN: hub surface pressure
- * PW: shaft surface pressure

ØD
ØA

*Depending of availability - Dimensions in mm

RT70-19-47 19 47 26 31 39 45 350 228 98 4 M6x25 17 4  13,70 F 
RT70-20-47 20 47 26 31 39 45 390 231 100 4 M6x25 17 4  13,70 F 
RT70-22-47 22 47 26 31 39 45 440 220 95 4 M6x25 17 4  13,70 F 
RT70-24-50 24 50 26 31 39 45 519 215 102 6 M6x25 17 -  14,86 F 
RT70-25-50 25 50 26 31 39 45 590 230 105 6 M6x25 17 4  14,94 F 
RT70-28-55 28 55 26 31 39 45 700 220 110 6 M6x25 17 4  16,91 F 
RT70-30-55 30 55 26 31 39 45 760 200 120 6 M6x25 17 4  16,47 F 
RT70-32-60 32 60 26 31 39 45 930 230 114 8 M6x25 17 4  18,36 F 
RT70-35-60 35 60 26 31 39 45 1030 200 119 8 M6x25 17 4  18,50 F 
RT70-38-65 38 65 26 31 39 45 1240 210 124 8 M6x25 17 -  20,85 F 
RT70-40-65 40 65 26 31 39 45 1350 200 125 8 M6x25 17 4  20,89 F 
RT70-42-75 42 75 30 36 47 55 2170 236 140 6 M8x30 41 -  26,96 F 
RT70-45-75 45 75 30 36 47 55 2350 236 140 6 M8x30 41 -  27,11 F 
RT70-48-80 48 80 30 36 47 55 2510 218 135 6 M8x30 41 -  30,14 F 
RT70-50-80 50 80 30 36 47 55 2580 218 135 6 M8x30 41 4  30,25 F 
RT70-55-85 55 85 30 36 47 55 3200 223 145 8 M8x30 41 -  34,35 F 
RT70-60-90 60 90 30 36 47 55 3380 198 157 8 M8x30 41 4  36,78 F 
RT70-65-95 65 95 30 36 47 55 4160 213 140 8 M8x30 41 -  37,62 F 
RT70-70-110 70 110 40 46 57 67 6840 225 143 8 M10x35 83 -  56,95 F 

Stock*

DISCOUNTS
Qty 1+ 6+ 20+ 40+ 60+ 100+

Disc. List -10% -15% -20% -25% On request
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 Part number  ØA ØD B L C
Screw

M

Tightening 
torque 

TA (Nm) T (Nm)
*Pw

(N/mm2)
*Pn

(N/mm2)

Price 
each 1 

to 5

High torque RTL450
Self-centering locking assembly 

ØDØA

B

C
L

6+
-10%

20+
-15%

40+
-20%

60+
-25%

100+
on request

1+
Prix

Qty
Disc

DISCOUNTS

-  Inserts between the shaft  
and the bore

- High transmissible torque
- Contact pressure spread evenly
- Easy  to assembly and dismantle
- Reduced width
- Backlash free
- No constraints due to keyway
-  Increases the resistant part of 

the section of the shaft
-  Suitable for alternating rotational 

movements
- Up to 3 units can be used together
- Material:  
     Steel 

.Options.
-  Other diameters available 

(up to 300mm bore)

.Info..
- *PN: hub surface pressure
- *PW: shaft surface pressure

*Depending of availability - Dimensions in mm

RTL450-25-55 25 55 32 40 46 6xM6x35 17 295 295 134 4  28,71 F 
RTL450-30-55 30 55 32 40 46 6xM6x35 17 246 246 134 4  29,65 F 
RTL450-35-60 35 60 44 54 60 7xM6x45 17 174 174 101 4  36,00 F 
RTL450-38-75 38 75 44 54 62 7xM8x50 41 296 296 150 -  44,60 F 
RTL450-40-75 40 75 44 54 62 7xM8x50 41 281 281 150 4  45,79 F 
RTL450-42-75 42 75 44 54 62 7xM8x50 41 268 268 150 -  48,21 F 
RTL450-45-75 45 75 44 54 62 7xM8x50 41 250 250 150 -  48,38 F 
RTL450-48-80 48 80 44 54 62 8xM8x50 41 207 207 124 -  55,55 F 
RTL450-50-80 50 80 56 64 72 8xM8x50 41 200 200 98 4  55,60 F 
RTL450-55-85 55 85 56 64 72 9xM8x50 41 205 205 104 4  62,96 F 
RTL450-60-90 60 90 56 64 72 10xM8x50 41 202 202 106 4  67,77 F 
RTL450-65-95 65 95 56 64 72 10xM8x50 41 187 187 100 -  72,83 F 
RTL450-70-110 70 110 70 78 88 10xM10x60 83 223 223 114 -  98,29 F 
RTL450-75-115 75 115 70 78 88 10xM10x60 83 223 223 114 4  106,71 F 
RTL450-80-120 80 120 70 78 88 11xM10x60 83 215 215 115 -  113,45 F 
RTL450-85-125 85 125 70 78 88 12xM10x60 83 215 215 115 -  122,09 F 
RTL450-90-130 90 130 70 78 88 12xM10x60 83 208 208 115 -  125,76 F 
RTL450-95-135 95 135 70 78 88 12xM10x60 83 208 208 115 -  142,37 F 
RTL450-100-145 100 145 90 100 112 11xM12x80 145 200 200 107 -  188,49 F 

Stock*

  Transmissible 
torque



www.ctmeca.com Tel. +(39) 011 760 95 05120 info2@ctmeca.comTel. +(39) 011 760 95 05 121aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

RAM30

30

30

hex 6
Ø14,5

44
14,4

1924

7,6 (4) Ø4,1

hex 6
24

(2) Ø4,6x7 deep
12

8

For manual operation 
only

Manual torque up to 4 Nm
Manual bevel gearbox

10+
-5%

50+
On request

25+
-15%

1+
List

Qty
Disc.

DISCOUNTS

- Manually operated bevel gearbox
- Ratios from 1:1
- M aterials: 

Housing: Glass fibre reinforced PA6 
Bevel gears: Case hardened steel

.Info.
- Not suitable for motorised applications

.Accessories.
- MBEX handle (p.125)
- AHEX hexagonal shaft (p.124)

Max torque Price each
Part number Ratio Input Output (Nm) 1 to 9
RAM30-1 1:1 hex 6mm hex 6mm 4 4  65,57 F 

Stock*

*Depending of availability - Dimensions in mm
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35,8 55

hex 7
(2) Ø5x7 deep27

25,6

16 7 (2) Ø4,1

35,8

17

hex 7 22

6 6

Ø42

Manual torque up to 6 Nm RAM35

Max torque Price each
Part number Ratio Input Output (Nm) 1 to 9
RAM35-1 1:1 hex 7mm hex 7mm 6 4  74,64 F 
RAM35-2 2:1 hex 7mm hex 7mm 6 4  62,09 F 

10+
-5%

50+
On request

25+
-15%

1+
List

Qty
Disc.

DISCOUNTS

For manual operation 
only

Manual bevel gearbox

Stock*

- Manually operated bevel gearbox
- Ratios from 1:1 to 2:1
- M aterials: 

Housing: Glass fibre reinforced PA6 
Bevel gears: Case hardened steel

.Info.
- Not suitable for motorised applications

.Accessories.
- MBEX handle (p.125)
- AHEX hexagonal shaft (p.124)

*Depending of availability - Dimensions in mm
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Manual worm/wheel gearbox
Manual torque up to 5 NmRVM14

Max
Input/ torque Price each

Part number Ratio Output (Nm) Self locking 1 to 9
RVM14-1 1:1 hex 6mm 2,0 No 4  130,77 F 
RVM14-2 2:1 hex 6mm 2,0 No 4  130,77 F 
RVM14-2.8 2,8:1 hex 6mm 2,5 No -  117,17 F 
RVM14-4.33 4,33:1 hex 6mm 2,0 Yes 4  117,17 F 
RVM14-10 10:1 hex 6mm 4,0 Yes 4  130,77 F 
RVM14-14 14:1 hex 6mm 5,0 Yes 4  130,77 F 
RVM14-15 15:1 hex 6mm 4,0 Yes 4  127,19 F 
RVM14-23 23:1 hex 6mm 3,0 Yes -  117,17 F 

10+
-5%

50+
On request

25+
-15%

1+
List

Qty
Disc.

DISCOUNTS
For manual operation 

only

35
17

hex 6mm

Output

Input

(4) Ø4,3
42

4,2 26,5

15

29

R2 R2

13,8

Stock*

*Depending on availability - Dimensions in mm

- Manually operated gearbox
- Ratios from 1:1 to 23:1
- M aterials: 

Housing: Die cast zinc 
Worm/wheel: Case hardened steel

.Info.
- Not suitable for motorised applications

.Accessories.
- MBEX handle (p.125)
- AHEX hexagonal shaft (p.124)
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Manually operated gearbox
Manual torque up to 17 Nm RVM25

Max
torque Price each

Part number Ratio Input Output (Nm) Self locking 1 to 9
RVM25-1 1:1 hex 6mm hex 9mm 2,0 No 4  163,72 F 
RVM25-2 2:1 hex 6mm hex 9mm 3,0 No 4  177,68 F 
RVM25-3.25 3,25:1 hex 6mm hex 9mm 4,0 Yes 4  163,48 F 
RVM25-4.33 4,33:1 hex 6mm hex 9mm 5,0 Yes 4  163,48 F 
RVM25-7 7:1 hex 6mm hex 9mm 7,0 Yes 4  165,47 F 
RVM25-8.5 8,5:1 hex 6mm hex 9mm 9,0 Yes 4  175,73 F 
RVM25-17 17:1 hex 6mm hex 9mm 12,0 Yes 4  166,59 F 
RVM25-20 20:1 hex 6mm hex 9mm 15,0 Yes 4  166,59 F 
RVM25-30 30:1 hex 6mm hex 9mm 17,0 Yes 4  169,42 F 

For manual operation 
only

Ø26
(6) M4

(4) M4

30

Output
Input

70 60

40

49

40

24

10+
-5%

50+
On request

25+
-15%

1+
List

Qty
Disc.

DISCOUNTS

Stock*

*Depending on availability - Dimensions in mm

- Compact manually operated gearbox
- Ratios from 1:1 to 30:1
- M aterial: 

Housing: Die cast zinc

.Info.
- Not suitable for motorised applications

.Accessories.
- MBEX handle (p.125)
- AHEX hexagonal shaft (p.124)
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For manually operated manual gearbox

Length Price each
Part number Profil (mm) 1 to 9
AHEX6-1000 hex 6mm 1000 4  35,05 F 
AHEX7-1000 hex 7mm 1000 4  38,19 F 
AHEX9-1000 hex 9mm 1000 4  38,19 F 

10+
-5%

50+
On request

25+
-15%

1+
List

Qty
Disc.

DISCOUNTS

Hexagonal shaft DIN176

1000
hex

Typical application

RVM  
manual gearbox

MBEX
handle

AHEX shaft

Stock*

*Depending on availability - Dimensions in mm

- Hexagonal shaft for use with the RAM  
and RVM manual gearbox ranges

- Cut to required length
- M aterial: 

Steel

.Accessories.
- RAM operated gearbox (p.120)
-  RVM operated gearbox (p.122-123)

AHEX
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Hexagonal ended handle
For use with manually  

operated gearbox
MBEX

Price each
Part number A H ØD E B 1 to 9
MBEX6-90 90 hex 6mm 7 60 20 4  88,21 F 
MBEX7-90 90 hex 7mm 8 62 15 4  80,17 F 

10+
-5%

50+
On request

25+
-15%

1+
List

Qty
Disc.

DISCOUNTS

1x45°

1x45°

E
R5

R5

A

44

ØD

B

H

Used with a RVM14 gearbox

Stock*

*Depending on availability - Dimensions in mm

- Handle for operating RAM and  
RVM manual gearboxes

- M aterial 
Shaft: stainless steel 
Rotating handle: plastic

.Accessories.
- RAM operated gearbox (p.120)
-  RVM operated gearbox (p.122-123)
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Flange B5 - Torque up to 22Nm

Max output torque
Input (at 1400rpm input) Self locking output Weight Price Each

 Part number Ratio flange (Nm) Static Dynamic (kg) 1 to 2 
CHB3-7-63B5 7 63B5 8 No No 1  152,71 F 
CHB3-10-63B5 10 63B5 11 No No 1  152,71 F 
CHB3-15-63B5 15 63B5 16 Uncertain No 1  152,71 F 
CHB3-20-63B5 20 63B5 20 Uncertain No 1  152,71 F 
CHB3-30-63B5 30 63B5 22 Uncertain No 1  152,71 F 
CHB3-40-63B5 40 63B5 18 Yes Low 1  152,71 F 
CHB3-60-63B5 60 63B5 18 Yes Low 1  152,71 F 
CHB3-70-56B5 70 56B5 15 Yes Yes 1  151,44 F 
Dimensions in mm

Worm and wheel gearbox

- Ratio from 7:1 to 70:1
- With B5 input flange
- Maximum input speed 2800rpm
- M aterial :  

Aluminium
- Lubrication synthetic oil ISO VG320  
- Can be mounted in any position
- Operating T°: -25°C to +50°C

.Advantages.
-  Ideal with a 4-pole motor  

running at 1400 rpm

.Info.
-  *RCN: Standard keyway 
-  Flange dimensions and  

input bore: see CHT  
(p.135-138) motor

.Accessories.
-  Feet CHB3-FP (p.132)
-  CHB3-X and CHB3-DX  

(p.134) output shafts
-  Reaction arm CHB3-BR  

(p.133)
-  Motor CHT56B4-B5 (p.135),  

CHT63B4-B5 (p.136)

DISCOUNTS
Qty 1+ 3+ 6+

Disc. List -20% On request

CHB3b5

Ø14+RCN5

5263

81
,5

Ø
50

 h
8

46

5030

30
1,5

40

65

M6

B5
flange

NUOVO !
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Flange B14 - Torque up to 22Nm

Max output torque
Input (at 1400rpm input) Self locking output Weight Price Each

 Part number Ratio flange (Nm) Static Dynamic (kg) 1 to 2 
CHB3-7-63B14 7 63B14 8 No No 1  146,99 F 
CHB3-10-63B14 10 63B14 11 No No 1  146,99 F 
CHB3-15-63B14 15 63B14 16 Uncertain No 1  146,99 F 
CHB3-20-63B14 20 63B14 20 Uncertain No 1  146,99 F 
CHB3-30-63B14 30 63B14 22 Uncertain No 1  146,99 F 
CHB3-40-63B14 40 63B14 18 Yes Low 1  146,99 F 
CHB3-60-63B14 60 63B14 18 Yes Low 1  146,99 F 
CHB3-70-56B14 70 56B14 15 Yes Yes 1  145,71 F 
Dimensions in mm

Worm and wheel gearbox

DISCOUNTS
Qty 1+ 3+ 6+

Disc. List -20% On request

CHB3b14

Ø14+RCN5

5263
81

,5

Ø
50

 h
8

46

5030

30
1,5

40

65

M6

- Ratio from 7:1 to 70:1
- With B14 input flange
- Maximum input speed 2800rpm  
- M aterial :  

Aluminium
- Lubrication synthetic oil ISO VG320  
- Can be mounted in any position
- Operating T°: -25°C to +50°C

.Advantages.
-  Ideal with a 4-pole motor  

running at 1400 rpm

.Info.
-  *RCN: Standard keyway 
-  Flange dimensions and  

input bore: see CHT  
(p.135-138) motor

.Accessories.
-  Feet CHB3-FP (p.132)
-  CHB3-X and CHB3-DX  

(p.134) output shafts
-  Reaction arm CHB3-BR  

(p.133)
-  Motor CHT56B4-B5 (p.135),  

CHT63B4-B5 (p.136)

B14
flange

NUOVO !
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Ø18+RCN6

74
65 54

11

44,6

M6

2
35

65

71,1

80
52,2Ø

50
 h

8

Flange B5 - Torque up to 41Nm

Max output torque
Input (at 1400rpm input) Self locking output Weight Price Each

 Part number Ratio flange (Nm) Static Dynamic (kg) 1 to 2 
CHB4-7-63B5 7 63B5 22 No No 2,1  188,98 F 
CHB4-10-63B5 10 63B5 30 No No 2,1  188,98 F 
CHB4-14-63B5 14 63B5 29 No No 2,1  188,98 F 
CHB4-20-63B5 20 63B5 38 Uncertain No 2,1  188,98 F 
CHB4-28-63B5 28 63B5 40 Uncertain No 2,1  188,98 F 
CHB4-35-63B5 35 63B5 41 Uncertain No 2,1  188,98 F 
CHB4-46-63B5 46 63B5 37 Yes Low 2,1  188,98 F 
CHB4-60-63B5 60 63B5 37 Yes Low 2,1  188,98 F 
CHB4-70-63B5 70 63B5 33 Yes Low 2,1  188,98 F 
CHB4-100-63B5 100 63B5 30 Yes Yes 2,1  188,98 F 
Dimensions in mm

Worm and wheel gearbox

Ratio from 7:1 to 100:1
- With B5 input flange
- Maximum input speed 2800rpm 
- M atetial :  

Aluminium
- Lubrication synthetic oil ISO VG320  
- Can be mounted in any position
- Operating T°: -25°C to +50°C

.Advantages.
-  Ideal with a 4-pole motor  

running at 1400 rpm

.Info.
-  *RCN: Standard keyway 
-  Flange dimensions and  

input bore: see CHT  
(p.135-138) motor

.Accessories.
-  Feet CHB4-FP (p.132)
-  CHB4-X and CHB4-DX  

(p.134) output shafts 
-  Reaction arm CHB4-BR  

(p.133)
-  Motor CHT63B4-B5 (p.135),  

CHT71B4-B5 (p.136)

DISCOUNTS
Qty 1+ 3+ 6+

Disc. List -20% On request

CHB4b5

B5
flange

NUOVO !
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Ø18+RCN6

74
65 54

11

44,6

M6

2
35

65

71,1

80
52,2Ø

50
 h

8

Max output torque
Input (at 1400rpm input) Self locking output Weight Price Each

 Part number Ratio flange (Nm) Static Dynamic (kg) 1 to 2 
CHB4-7-63B14 7 63B14 22 No No 2,1  183,25 F 
CHB4-10-63B14 10 63B14 30 No No 2,1  183,25 F 
CHB4-14-63B14 14 63B14 29 No No 2,1  183,25 F 
CHB4-20-63B14 20 63B14 38 Uncertain No 2,1  183,25 F 
CHB4-28-63B14 28 63B14 40 Uncertain No 2,1  183,25 F 
CHB4-35-63B14 35 63B14 41 Uncertain No 2,1  183,25 F 
CHB4-46-63B14 46 63B14 37 Yes Low 2,1  183,25 F 
CHB4-60-63B14 60 63B14 37 Yes Low 2,1  183,25 F 
CHB4-70-63B14 70 63B14 33 Yes Low 2,1  183,25 F 
CHB4-100-63B14 100 63B14 30 Yes Yes 2,1  183,25 F 
Dimensions in mm

Flange B14 - Torque up to 41Nm
Worm and wheel gearbox

Ratio from 7:1 to 100:1
- With B14 input flange
- Maximum input speed 2800rpm  
- M aterial :  

Aluminium
- Lubrication synthetic oil ISO VG320
- Can be mounted in any position 
- Operating T°: -25°C to +50°C

.Advantages.
-  Ideal with a 4-pole motor  

running at 1400 rpm

.Info.
-  *RCN: Standard keyway 
-  Flange dimensions and  

input bore: see CHT motor 
(p.135-138)

.Accessories.
-  Feet CHB4-FP (p.132)
-  CHB4-X and CHB4-DX  

(p.134) output shafts
-  Reaction arm CHB4-BR  

(p.133)
-  Motor CHT63B4-B14 (p.136),  

CHT71B4-B14 (p.137)

DISCOUNTS
Qty 1+ 3+ 6+

Disc. List -20% On request

CHB4b14

B14
flange

NUOVO !
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82

2,5
36,5

49,5

M6

94

10
7

Ø
68

 h
8 80

,2
5

55

70 63

Ø25+RCN8

Flange B5 - Torque up to 73Nm

Dimensions in mm

Worm and wheel gearbox

Max output torque
Input (at 1400rpm input) Self locking output Weight Price Each

 Part number Ratio flange (Nm) Static Dynamic (kg) 1 to 2 
CHB5-7-71B5 7 71B5 40 No No 3  217,61 F 
CHB5-10-71B5 10 71B5 49 No No 3  217,61 F 
CHB5-14-71B5 14 71B5 57 No No 3  217,61 F 
CHB5-18-71B5 18 71B5 52 Uncertain No 3  217,61 F 
CHB5-24-71B5 24 71B5 67 Uncertain No 3  217,61 F 
CHB5-28-71B5 28 71B5 73 Uncertain No 3  217,61 F 
CHB5-36-71B5 36 71B5 61 Uncertain No 3  217,61 F 
CHB5-45-71B5 45 71B5 65 Yes Low 3  217,61 F 
CHB5-60-71B5 60 71B5 60 Yes Low 3  217,61 F 
CHB5-70-63B5 70 63B5 55 Yes Low 3  222,71 F 
CHB5-80-63B5 80 63B5 54 Yes Yes 3  222,71 F 
CHB5-100-63B5 100 63B5 50 Yes Yes 3  222,71 F 

DISCOUNTS
Qty 1+ 3+ 6+

Disc. List -20% On request

CHB5b5

Ratio from 7:1 to 100:1
- With B5 input flange
- Maximum input speed 2800rpm 
- M aterial :  

Aluminium
- Lubrication synthetic oil ISO VG320
- Can be mounted in any position
- Operating T°: -25°C to +50°C

.Advantages.
-  Ideal with a 4-pole motor  

running at 1400 rpm

.Info.
-  *RCN: Standard keyway
-  Flange dimensions and input bore:  

see CHT (p.135-138) motor

.Accessories.
-  Feet CHB5-FP (p.132)
-  CHB5-X and CHB5-DX  

output shafts (p.134)
-  Reaction arm CHB5-BR  

(p.133)
-  Motor CHT63B4-B5 (p.136),  

CHT71B4-B5 (p.137)

B5
flange

NUOVO !
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Max output torque
Input (at 1400rpm input) Self locking output Weight Price Each

 Part number Ratio flange (Nm) Static Dynamic (kg) 1 to 2 
CHB5-7-71B14 7 71B14 40 No No 3  217,61 F 
CHB5-10-71B14 10 71B14 49 No No 3  217,61 F 
CHB5-14-71B14 14 71B14 57 No No 3  217,61 F 
CHB5-18-71B14 18 71B14 52 Uncertain No 3  217,61 F 
CHB5-24-71B14 24 71B14 67 Uncertain No 3  217,61 F 
CHB5-28-71B14 28 71B14 73 Uncertain No 3  217,61 F 
CHB5-36-71B14 36 71B14 61 Uncertain No 3  217,61 F 
CHB5-45-71B14 45 71B14 65 Yes Low 3  217,61 F 
CHB5-60-71B14 60 71B14 60 Yes Low 3  217,61 F 
CHB5-70-63B14 70 63B14 55 Yes Low 3  215,07 F 
CHB5-80-63B14 80 63B14 54 Yes Yes 3  215,07 F 
CHB5-100-63B14 100 63B14 50 Yes Yes 3  215,07 F 
Dimensions in mm

Flange B14 - Torque up to 73Nm
Worm and wheel gearbox

Ratio from 7:1 to 100:1
- With B14 input flange
- Maximum input speed 2800rpm  
- M aterial :  

Aluminium
- Lubrication synthetic oil ISO VG320
- Can be mounted in any position
- Operating T°: -25°C to +50°C

.Advantages.
-  Ideal with a 4-pole motor  

running at 1400 rpm

.Info.
-  *RCN: Standard keyway 
-  Flange dimensions and  

input bore: see CHT  
(p.135-138) motor

.Accessories.
-  Feet CHB5-FP (p.132)
-  CHB5-X and CHB5-DX  

output shafts (p.134)
-  Reaction arm CHB5-BR  

(p.133)
-  Motor CHT63B4-B5 (p.136),  

CHT71B4-B5 (p.137)
DISCOUNTS

Qty 1+ 3+ 6+
Disc. List -20% On request

CHB5b14

B14
flange

NUOVO !
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CHBfp For CHB gearbox
Feet

Foot for CHB gearbox
- External mounting
- Sold in pairs
- M aterial :  

Aluminium

.Accessories.
-  CHB gearboxes 

(p.126 to p.131)

Price Each
 Part number A B L H1 H2 E1 E2 F 1 to 2 
CHB3-FP 7 50 80 55 30 66 81 8  7,64 F 
CHB4-FP 9 52 90 72 45 81 98 10  8,91 F 
CHB5-FP 9 63 109,5 82 50 99 124 10  10,82 F 
Dimensions in mm

E1

E2

H2

H1

A
B

L

F

Typical application

DISCOUNTS
Qty 1+ 3+ 6+

Disc. List -20% On request

NUOVO !
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Fitted to the output of CHB 
gearboxes
- M aterial:  

Steel

.Accessories.
-  CHB gearboxes 

(p.126 to p.131)

Price Each
 Part number L A B ØP ØC ØD H ØE S 1 to 2 
CHB3-BR 100 40 157,5 50 65 7 14 8 4  19,73 F 
CHB4-BR 100 40 157,5 50 65 7 14 8 4  19,73 F 
CHB5-BR 100 55 172,5 68 94 7 14 8 4  22,91 F 

CHBbrFor CHB gearbox
Reaction arm

ØD

ØE

A I
B

H S

ØC ØP

Dimensions in mm

Typical application

DISCOUNTS
Qty 1+ 3+ 6+

Disc. List -20% On request

NUOVO !
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For CHB gearbox
Single or double output shaft

Can be fitted in the output 
bore of CHB gearboxes
- M aterial:  

C40 steel

.Accessories.
-  CHB gearboxes 

(p.126 to p.131)

Price Each
1 to 2  Part number ØDh6 A B b t1 R L Ød2

Single shaft
CHB3-X 14 30 35 5 16,0 61 96 M5x13  17,18 F 
CHB4-X 18 40 45 6 20,5 70 115 M6x16  20,36 F 
CHB5-X 25 60 65 8 28,0 89 154 M8x20  26,09 F 
Double shaft
CHB3-DX 14 30 32,5 5 16,0 55 120,0 M5x13  18,45 F 
CHB4-DX 18 40 42,7 6 20,5 64 149,4 M6x16  22,27 F 
CHB5-DX 25 60 63,2 8 28,0 82 208,4 M8x20  30,54 F 

Dimensions in mm

b

Ød2
DIN 332 R B

t1

ØD 
h6

A

L
CHB-X single shaft

UNI 6604
DIN 6885

b

UNI 6604
DIN 6885

CHB-DX double shaft

Ød2
DIN 332

t1

ØD 
h6

A A
B BR

L

CHBx
CHBdx

DISCOUNTS
Qty 1+ 3+ 6+

Disc. List -20% On request

NUOVO !
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Torque up to 0.64Nm CHT56

DISCOUNTS
Qty 1+ 2+ 4+

Disc. List -10% On request

*Depending on availability - Dimensions in mm

-  3 phase AC asynchronous motor
- 4 pole motor
- Power supply 230/400V
- Speed 1500rpm
- Supply frequency 50 Hz
- Insulation class F
- Protection IP55
- Bearings: ball bearings
- Can rotate in both directions
- Rotor: Squirrel cage

.Accessories.
-  Gearbox CHM (tome  p.193) 

and gearbox CHB (p.126 to p.131)

New

B14 or B5 

mounting 

flange

ØF Ø120

100
V

E

195

20

0
S

ØM

3

Ø9

10,2

Power Current at Torque Effi- Power Weight
(kg) Price eachPart number (kW) E ØM ØF V S 400V (A) (Nm) ciency factor cos

B14 mounting flange
CHT56B4-B14 0,09 65 50 80 M5 2,5 0,43 0,64 50% 0,61 3,2  4  104,50 F 
B5 mounting flange
CHT56B4-B5 0,09 100 80 120 7 3 0,43 0,64 50% 0,61 3,2  104,50 F 

Stock*

New    

Asynchronous AC motor 0.09kW
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Torque up to 1.77NmCHT63
Asynchronous AC motor 0.12 to 0.22kW

*Depending on availability - Dimensions in mm

- 3 phase AC asynchronous motor
- 4 pole motor
- Power supply 230/400V
- Speed 1500rpm
- Supply frequency 50 Hz
- Insulation class F
- Ingress protection: IP55
- Bearings: ball bearings
- Can rotate in both directions
- Rotor: Squirrel cage

.Accessories.
-  Gearbox CHM (tome  p.195) 

and gearbox CHB (p.126 to p.131)

New

B14 or B5 

mounting 

flange

ØF Ø123

110
V

E

215

23

0
S

ØM

4

Ø11

12,5

DISCOUNTS
Qty 1+ 2+ 4+

Disc. List -10% On request
Power Current at Torque Effi- Power Weight

(kg) Price eachPart number (kW) E ØM ØF V S 400V (A) (Nm) ciency factor cos
B14 mounting flange
CHT63A4-B14 0,12 75 60 90 M5 2,5 0,47 0,85 57% 0,64 3,9 -  108,19 F 
CHT63B4-B14 0,18 75 60 90 M5 2,5 0,70 1,27 57% 0,65 4,5 4  113,43 F 
CHT63C4-B14 0,22 75 60 90 M5 2,5 0,92 1,77 59% 0,67 4,8 -  125,10 F 
B5 mounting flange
CHT63A4-B5 0,12 115 95 140 10 3  0,47 0,85 57% 0,64 3,9  108,19 F 
CHT63B4-B5 0,18 115 95 140 10 3 0,70 1,27 57% 0,65 4,5  113,43 F 
CHT63C4-B5 0,22 115 95 140 10 3 0,92 1,77 59% 0,67 4,8  125,10 F 

New    
New    
New    

Stock*
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Torque up to 3.81Nm CHT71
Asynchronous AC Motor 0.18 to 0.55kW

*Depending on availability - Dimensions in mm

- 3 phase AC asynchronous motor
- 4 pole motor
- Power supply 230/400V
- Speed 1500rpm
- Supply frequency 50 Hz
- Insulation class F
- Ingress protection: IP55
- Bearings: ball bearings
- Can rotate in both directions
- Rotor: Squirrel cage

.Accessories.
-  Gearbox CHM (tome  p.197-199) 

and gearbox CHB (p.126 to p.131)

New

B14 or B5 

mounting 

flange

ØF Ø138

117
V

E

255

30

0
S

ØM

5

Ø14

16

Power Current at Torque Effi- Power Weight
(kg) Price eachPart number (kW) E ØM ØF V S 400V (A) (Nm) ciency factor cos

B14 mounting flange
CHT71A4-B14 0,25 85 70 105 M6 2,5 0,84 1,77 60% 0,62 5,6 4  128,79 F 
CHT71B4-B14 0,37 85 70 105 M6 2,5 1,12 2,58 65% 0,74 6,2 4  140,74 F 
CHT71C4-B14 0,55 85 70 105 M6 2,5 1,61 3,81 66% 0,75 7,0 -  162,68 F 
B5 mounting flange
CHT71A4-B5 0,25 130 110 160 10 3,5 0,84 1,77 60% 0,62 5,6  128,79 F 
CHT71B4-B5 0,37 130 110 160 10 3,5 1,12 2,58 65% 0,74 6,2  140,74 F 
CHT71C4-B5 0,55 130 110 160 10 3,5 1,61 3,81 66% 0,75 7,0  162,68 F 

New    
New    
New    

Stock*

DISCOUNTS
Qty 1+ 2+ 4+

Disc. List -10% On request
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Torque up to 7.6NmCHT80
Asynchronous AC Motor 0.55 to 1.1kW

DISCOUNTS
Qty 1+ 2+ 4+

Disc. List -10% On request

*Depending on availability - Dimensions in mm

- 3 phase AC asynchronous motor
- 4 pole motor
- Power supply 230/400V
- Speed 1500rpm
- Supply frequency 50 Hz
- B14 mounting flange
- Insulation class F
- Ingress protection: IP55
- Bearings: ball bearings
- Can rotate in both directions
- Rotor: Squirrel cage

.Option.
- Motor with B5 mounting flange

.Accessories.
- Gearbox CHM (tome  p.199- 203)

B14 

mounting 

flange

ØF Ø155

137
V

E

290

40

0
S

ØM

6

Ø19

21,5

Power Current at Torque Effi- Power Weight
(kg) Price eachPart number (kW) E ØM ØF V S 400V (A) (Nm) ciency factor cos

CHT80A4-B14 0,55 100 80 120 M6 3 1,59 3,81 67% 0,75 8,9 -  170,44 F 
CHT80B4-B14 0,75 100 80 120 M6 3 1,94 5,20 72% 0,78 10,0 4  247,67 F 
CHT80C4-B14 1,10 100 80 120 M6 3 2,64 7,58 78% 0,77 11,0 -  286,00 F 

Stock*
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BPPSS

-  Pressed sheet  
steel housing

- Material:  
     stainless steel 

.Application.
-  Mounting a simple bearing, 

suitable for light loads only

Bolt Weight Price each
Part number ØD H A E B S G W size B1 N (kg) Stock* 1 to 5
BPP204/SS 20 25,4 98 76 32 9 3,2 50 M8 25 7 0,22 4  22,05 F 
BPP205/SS 25 28,6 108 86 32 11 4 56 M10 27 7,5 0,29 4  25,39 F 
BPP206/SS 30 33,3 117 95 38 11 4 66 M10 30 8 0,43 4  29,12 F 
BPP207/SS 35 39,7 129 106 42 11 5 78 M10 32 8,5 0,63 -  54,99 F 

2 mounting holes

stainless 

steel

DISCOUNTS
Qty 1+ 6+ 20+ 40+ 60+

Disc. List -10% -15% -20% On request

Pressed stainless steel bearing for light loads

ØD

S

BA
E

H

W

G

B1
N

Load (kN)
Références Dynamic C Static Co
BPP204/SS 12,80 6,65
BPP205/SS 14,00 7,85
BPP206/SS 19,50 11,30
BPP207/SS 25,70 15,30

*Depending on availability - Dimensions in mm
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BPFSS

-  Pressed sheet 
steel housing

- Material:  
     stainless steel 

.Application.
-   Mounting a simple bearing, 

suitable for light loads only

Bolt Weight Price each
Part number ØD A E T M S F size B1 N (kg) Stock* 1 to 5
BPF204/SS 20 90 71 2 16 9 56 M8 25 7 0,29 4  21,07 F 
BPF205/SS 25 95 76 2 18 9 60 M8 27 7,5 0,34 4  25,52 F 
BPF206/SS 30 113 90 2,6 18 11 71 M8 30 8 0,55 4  40,76 F 
BPF207/SS 35 122 100 2,6 20 11 81 M10 32 8,5 0,69 -  43,84 F 

Flange with 3 mounting holes

stainless 

steel

DISCOUNTS
Qty 1+ 6+ 20+ 40+ 60+

Disc. List -10% -15% -20% On request

Pressed stainless steel bearing for light loads

ØDF
B1

M

N

S

EA

T

Load (kN)
Part number Dynamic C Static Co
BPF204/SS 12,80 6,65
BPF205/SS 14,00 7,85
BPF206/SS 19,50 11,30
BPF207/SS 25,70 15,30

*Depending on availability - Dimensions in mm
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-  Pressed sheet 
steel housing

- Material:  
     stainless steel 

.Application.
-   Mounting a simple bearing, 

suitable for light loads only

Flange with 2 mounting holes
Flanged sheet stainless steel housing for light loads

Bolt Weight Price each
Part number ØD A E B M S T F size B1 N (kg) Stock* 1 to 5
BPFL204/SS 20 90 71 67 16 8,7 2 55,5 M8 25 7 0,22 4  19,39 F 
BPFL205/SS 25 95 76 71 18 8,7 2 60,5 M8 27 7,5 0,27 4  23,99 F 
BPFL206/SS 30 113 90,5 84 18 10,3 2,6 71,5 M10 30 8 0,41 4  33,70 F 
BPFL207/SS 35 122 100 94 20 10,5 2,6 81,0 M10 32 8,5 0,55 -  57,81 F 

S ØDFB

A
E

T

N B1

M

stainless 

steel

DISCOUNTS
Qty 1+ 6+ 20+ 40+ 60+

Disc. List -10% -15% -20% On request

Load (kN)
Part number Dynamic C Static Co
BPFL204/SS 12,80 6,65
BPFL205/SS 14,00 7,85
BPFL206/SS 19,50 11,30
BPFL207/SS 25,70 15,30

*Depending on availability - Dimensions in mm

BPFLSS
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Dimensions in mm

Sealed flange bearing unit for Food Industry
With 4 fixing holesSBFop

Diameter Price each
Part Number  ØD A E G H L N S Z 1 to 3

SBF204/OP 20 88 64 15 51,9 24 15 12 33,0  137,10 F 
SBF205/OP 25 95 70 15 52,4 25 16 12 35,5  156,69 F 
SBF206/OP 30 108 83 15 58,7 29 18 12 40,0  181,17 F 
SBF207/OP 35 117 92 17 62,4 31 19 14 42,5  210,54 F 
SBF208/OP 40 130 102 17 70,7 32 21 16 46,0  254,62 F 
SBF209/OP 45 135 105 18 69,2 33 22 16 53,7  303,59 F 
SBF210/OP 50 143 111 20 72,7 38 25 16 55,0  362,34 F 

DISCOUNTS
Qty 1+ 4+ 8+

Disc. List -5% On request

ØD

S

A E

E
A

G
N
L

Z
H

Blue foodgrade 
cover seal

Blue foodgrade 
back seal

O-ring DHRGS 
foodgrade 
hygienic seal

- Sealed bearing
- Massive, without retention surface
- Resistant to frequent washing and detergents
- Materials

316 stainless steel housing
440 stainless steel bearing
Optical and detectable blue hygienic seals

- Complies with EHEDGE hygiene directives

.Application.
- For the highly challenging food and beverage industry

.Info.
-  Stainless steel bearings for the food and  

beverage industry are completely sealed units  
with an open or closed cover and a rear seal.

Type SBF SBF SBF SBF SBF SBF SBF
of load (N) 204 205 206 207 208 209 210

15950 13000 18000 18500 19100 19350 19650

10250 12150 17700 18500 19250 19350 19620

3650 3350 3350 3520 3790 3850 3990

P P

P

P
P

PP

Open

NUOVO !
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Dimensions in mm

Sealed flange bearing unit for Food Industry
With 4 fixing holes SBFcl

Diameter Price each
Part Number  ØD A E G H L N S Z 1 to 3

SBF204/CL 20 88 64 15 54,2 24 15 12 33,0  127,31 F 
SBF205/CL 25 95 70 15 54,7 25 16 12 35,5  142,00 F 
SBF206/CL 30 108 83 15 61,0 29 18 12 40,0  176,28 F 
SBF207/CL 35 117 92 17 64,7 31 19 14 42,5  200,76 F 
SBF208/CL 40 130 102 17 70,0 32 21 16 46,0  239,93 F 
SBF209/CL 45 135 105 18 71,5 33 22 16 53,7  288,89 F 
SBF210/CL 50 143 111 20 71,0 38 25 16 55,0  357,44 F 

DISCOUNTS
Qty 1+ 4+ 8+

Disc. List -5% On request

ØDA E

E
A

G
N
L

Z
H

Blue foodgrade 
cover seal

Blue foodgrade 
back seal

O-ring DHRGS 
foodgrade 
hygienic seal

S

- Sealed bearing
- Massive, without retention surface
- Resistant to frequent washing and detergents
- Materials

316 stainless steel housing
440 stainless steel bearing
Optical and detectable blue hygienic seals

- Complies with EHEDGE hygiene directives

.Application.
- For the highly challenging food and beverage industry

.Info.
- Stainless steel bearings for the food and  
beverage industry are completely sealed units  
with an open or closed cover and a rear seal.

Type SBF SBF SBF SBF SBF SBF SBF
of load (N) 204 205 206 207 208 209 210

15950 13000 18000 18500 19100 19350 19650

10250 12150 17700 18500 19250 19350 19620

3650 3350 3350 3520 3790 3850 3990

P P

P

P
P

PP

Closed

NUOVO !
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Dimensions in mm

Sealed flange bearing unit for Food Industry
With 2 fixing holesSBFLop

Diameter Price each
Part Number  ØD A B E G H L N S Z 1 to 3

SBFL204/OP 20 115 65 90 11 51,9 24 15 12 33,0  132,21 F 
SBFL205/OP 25 130 70 99 13 52,4 25 16 16 35,5  146,89 F 
SBFL206/OP 30 148 80 117 13 58,7 29 18 16 40,0  166,48 F 
SBFL207/OP 35 161 90 130 15 62,4 31 19 16 42,5  195,86 F 
SBFL208/OP 40 175 100 144 15 70,7 32 21 16 46,0  239,93 F 
SBFL209/OP 45 188 110 148 16 69,2 33 22 19 53,7  279,10 F 
SBFL210/OP 50 197 120 157 16 72,7 38 22 19 55,0  328,07 F 

DISCOUNTS
Qty 1+ 4+ 8+

Disc. List -5% On request

Blue foodgrade 
cover seal

Blue foodgrade 
back seal

O-ring DHRGS 
foodgrade 
hygienic seal

A
E

H

G

N
LZ

B ØD

S

- Sealed bearing
- Massive, without retention surface
- Resistant to frequent washing and detergents
- Materials

316 stainless steel housing
440 stainless steel bearing
Optical and detectable blue hygienic seals

- Complies with EHEDGE hygiene directives

.Application.
- For the highly challenging food and beverage industry

.Info.
-  Stainless steel bearings for the food and beverage 

industry are completely sealed units with an open  
or closed cover and a rear seal

Type SBFL SBFL SBFL SBFL SBFL SBFL SBFL
of load (N) 204 205 206 207 208 209 210

11750 11375 16450 16900 17350 17600 17950

11000 13850 13350 13950 14050 14300 14550

8500 1100 14200 14900 15150 15350 15650

P P

P

P
P

P P

Open

NUOVO !
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Dimensions in mm

Sealed flange bearing unit for Food Industry
With 2 fixing holes SBFLcl

Diameter Price each
Part Number  ØD A B E G H L N S Z 1 to 3

SBFL204/CL 20 115 65 90 11 54,2 24 15 12 33,0  122,41 F 
SBFL205/CL 25 130 70 99 13 54,7 25 16 16 35,5  132,21 F 
SBFL206/CL 30 148 80 117 13 61,0 29 18 16 40,0  156,69 F 
SBFL207/CL 35 161 90 130 15 64,7 31 19 16 42,5  186,06 F 
SBFL208/CL 40 175 100 144 15 70,0 32 21 16 46,0  225,24 F 
SBFL209/CL 45 188 110 148 16 71,5 33 22 19 53,7  264,41 F 
SBFL210/CL 50 197 120 157 16 71,0 38 22 19 55,0  318,27 F 

Blue foodgrade 
cover seal

Blue foodgrade 
back seal

O-ring DHRGS 
foodgrade 
hygienic seal

DISCOUNTS
Qty 1+ 4+ 8+

Disc. List -5% On request

A
E

H

G

N
LZ

B ØD

S

- Sealed bearing
- Massive, without retention surface
- Resistant to frequent washing and detergents
- Materials

316 stainless steel housing
440 stainless steel bearing
Optical and detectable blue hygienic seals

- Complies with EHEDGE hygiene directives

.Application.
- For the highly challenging food and beverage industry

.Info.
-  Stainless steel bearings for the food and beverage 

industry are completely sealed units with an  
open or closed cover and a rear seal

Type SBFL SBFL SBFL SBFL SBFL SBFL SBFL
of load (N) 204 205 206 207 208 209 210

11750 11375 16450 16900 17350 17600 17950

11000 13850 13350 13950 14050 14300 14550

8500 1100 14200 14900 15150 15350 15650

P P

P

P
P

P P

Closed

NUOVO !
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Dimensions in mm

Sealed flange bearing unit for Food Industry
With 3 offset fixing pointsSBFBop

Diameter Price each
Part Number  ØD A B C E F G H J L N S Z 1 to 3

SBFB204/OP 20 108 65 43,3 38,1 60,3 8,0 51,9 22,0 24 15 10 33,0  142,00 F 
SBFB205/OP 25 121 70 46,0 41,3 63,5 9,5 52,9 28,5 25 16 10 35,5  166,48 F 
SBFB206/OP 30 137 80 52,4 47,6 70,0 9,5 58,7 31,7 29 18 10 40,0  186,06 F 
SBFB207/OP 35 156 90 60,3 50,8 83,0 12,7 62,4 31,7 31 19 13 42,5  230,14 F 
SBFB208/OP 40 164 100 60,3 50,0 78,0 15,9 70,7 41,3 32 21 12 46,0  274,20 F 
SBFB209/OP 45 176 110 65,0 54,0 80,0 18,3 69,2 42,9 33 22 12 53,7  328,07 F 
SBFB210/OP 50 190 120 74,6 70,0 102,0 12,7 72,5 41,3 38 22 13 55,0  377,03 F 

Blue foodgrade 
cover seal

Blue foodgrade 
back seal

O-ring DHRGS 
foodgrade 
hygienic seal

DISCOUNTS
Qty 1+ 4+ 8+

Disc. List -5% On request

B

F
E

S

C A

J

N

G
L

Z
H

ØD

- Sealed bearing
- Massive, without retention surface
- Resistant to frequent washing and detergents
- Materials

316 stainless steel housing
440 stainless steel bearing
Optical and detectable blue hygienic seals

- Complies with EHEDGE hygiene directives

.Application.
- For the highly challenging food and beverage industry

.Info.
-  Stainless steel bearings for the food and beverage 

industry are completely sealed units with an open  
or closed cover and a rear seal.

Type SBFB SBFB SBFB SBFB SBFB SBFB SBFB
of load (N) 204 205 206 207 208 209 210

- - - 7200 9100 12200 12900

- - - 9200 11100 11800 11900

- - - 2600 2800 2900 3100

P
P

PP

P

P

Open

NUOVO !
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Dimensions in mm

Sealed flange bearing unit for Food Industry
With 3 offset fixing points SBFBcl

Diameter Price each
Part Number  ØD A B C E F G H J L N S Z 1 to 3

SBFB204/CL 20 108 65 43,3 38,1 60,3 8,0 54,2 22,0 24 15 10 33,0  132,21 F 
SBFB205/CL 25 121 70 46,0 41,3 63,5 9,5 54,7 28,5 25 16 10 35,5  151,79 F 
SBFB206/CL 30 137 80 52,4 47,6 70,0 9,5 61,0 31,7 29 18 10 40,0  181,17 F 
SBFB207/CL 35 156 90 60,3 50,8 83,0 12,7 64,7 31,7 31 19 13 42,5  220,34 F 
SBFB208/CL 40 164 100 60,3 50,0 78,0 15,9 70,0 41,3 32 21 12 46,0  259,51 F 
SBFB209/CL 45 176 110 65,0 54,0 80,0 18,3 71,5 42,9 33 22 12 53,7  313,37 F 
SBFB210/CL 50 190 120 74,6 70,0 102,0 12,7 71,0 41,3 38 22 13 55,0  367,24 F 

Blue foodgrade 
cover seal

Blue foodgrade 
back seal

O-ring DHRGS 
foodgrade 
hygienic seal

DISCOUNTS
Qty 1+ 4+ 8+

Disc. List -5% On request

B N

G
F
E

L
Z

H

C A

J

ØD

S

- Sealed bearing
- Massive, without retention surface
- Resistant to frequent washing and detergents
- Materials

B316 stainless steel housing
440 stainless steel bearing
Optical and detectable blue hygienic seals

- Complies with EHEDGE hygiene directives

.Application.
-  For the highly challenging food and beverage 

industry

.Info.
-  Stainless steel bearings for the food and beverage 

industry are completely sealed units with an open  
or closed cover and a rear seal.

Type SBFB SBFB SBFB SBFB SBFB SBFB SBFB
of load (N) 204 205 206 207 208 209 210

- - - 7200 9100 12200 12900

- - - 9200 11100 11800 11900

- - - 2600 2800 2900 3100

P
P

PP

P

P

Closed

NUOVO !
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15

Ø16

4xM5

26 27,5

4 Ø8

Ø9

26,5
14,5

4x5,5
63,5+stroke

48+stroke

17,5

Ø27

26
9,5 6

59 39 58 6969

15,5 36 12

5,5

Ø10

Max carried payload 1kgTBE10
-  Leadscrew table for manual use
- Right hand trapezoidal leascrew TR10x2
-  Guided by 2 shaft in steel on 4 brass 

bearings
- Axial accuracy < 0,20mm
- With clamping wingnut and grip knob
- Materials:
    Anodised aluminium and steel
- Working T° : from +5°C to +80°C

.Accessories.
-  Base plate with ruler  

TBE-BASE (p.151)

Economic Mini-table with trapezoidal leadscrew

Admissible payload

M
F

s

r

P
C=P(N) x r(m)

Clamping 
wingnut

Bronze 
bushes

Max carried Weight
Part number Stroke (mm) payload (kg) (kg) Price each

TBE10-50 50 1 0,51  246,19 F 
TBE10-100 100 1 0,59  248,63 F 

Static Dynamic
Fmax (daN) 10 2,5
Cmax (Nm) 4 1
Mmax (Nm) 5 1

Dimensions in mm

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request(40mm<r<100mm)
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15

Ø16

4xM6

32 34

7 Ø10

Ø11

33
18

4x6,5
85,5+stroke

70+stroke

17,5

Ø27

46
9,5 6

73 46 70 8385

15,5 58 12

6,5

Ø12

Max carried payload 2kg TBE12
-  Leadscrew table for manual use
- Right hand trapezoidal leascrew TR10x2
-  Guided by 2 shaft in steel on 4 brass 

bearings
- Axial accuracy < 0,20mm
- With clamping wingnut and grip knob
- Materials:
    Anodised aluminium and steel
- Working T° : from +5°C to +80°C

.Accessories.
-  Base plate with ruler 

TBE-BASE (p.151)

Economic Mini-table with trapezoidal leadscrew

Admissible payload

M
F

s

r

P
C=P(N) x r(m)

Clamping 
wingnut

Bronze 
bushes

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request
Max carried Weight

Part number Stroke (mm) payload (kg) (kg) Price each
TBE12-50 50 2 0,91  278,30 F 
TBE12-100 100 2 1,02  281,34 F 
TBE12-150 150 2 1,13  284,38 F 
TBE12-200 200 2 1,24  287,41 F 

Static Dynamic
Fmax (daN) 20 5
Cmax (Nm) 8 2
Mmax (Nm) 10 2

Dimensions in mm

(50mm<r<150mm)
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17

Ø20

4xM6

36 38

7 Ø10

Ø14

37
20

4x8,5
101,3+stroke

84+stroke

20,5

Ø33

58
9,3 8

88 56 82 9898

17,3 68 16

8

Ø16

Admissible payload

M
F

s

r

P
C=P(N) x r(m)

- Leadscrew table for manual use
- Right hand trapezoidal leascrew TR12x3
-  Guided by 2 shaft in steel on 4 brass 

bearings
- Axial accuracy < 0,20mm
- With clamping wingnut and grip knob
- Materials:
    Anodised aluminium and steel
- Working T° : from +5°C to +80°C

.Accessories.
-  Base plate with ruler 

TBE-BASE (p.151)

Max carried payload 5kgTBE16
Economic Mini-table with trapezoidal leadscrew

Dimensions in mm

Clamping 
wingnut

Bronze 
bushes

Max carried Weight
 Part number Stroke (mm) payload (kg) (kg) Price each 
TBE16-50 50 5 1,53  306,18 F 
TBE16-100 100 5 1,71  309,81 F 
TBE16-150 150 5 1,89  313,44 F 
TBE16-200 200 5 2,07  317,08 F 

Static Dynamic
Fmax (daN) 40 12
Cmax (Nm) 17 4
Mmax (Nm) 20 5

(60mm<r<200mm)

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request
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Allows X-Y cross tables TBEbase

- Base plate with ruler
- To be screwed under the end supports
-  Allows mounting in XY cross tables 

thanks to counterbored holes 
- Ruler with graduation in mm
- Delivered with 8 fixing screws
- Material:
    Plate Anodised aluminium
    Stainless steel ruler
    Zinc plated fixing screws

Base plate for economic mini-table

Dimensions in mm

C

LB
E1

E0

HB

F
ruler

4xØD1
counter bored ØD2

depth P2

Cross tables assemblySimple assembly

Ruler with 

graduation

For Stroke Weight Price
 Part number table (mm) C HB LB E0 E1 F ØD1 ØD2 P2 (kg)   each
TBE10-50/BASE TBE10 50 69 9,0 110 26 59 12 5,2 9 5,0 0,20  56,02 F 
TBE10-100/BASE TBE10 100 69 9,0 160 26 59 12 5,2 9 5,0 0,28  63,55 F 
TBE12-50/BASE TBE12 50 83 9,5 132 46 73 12 6,5 11 6,5 0,30  76,19 F 
TBE12-100/BASE TBE12 100 83 9,5 182 46 73 12 6,5 11 6,5 0,40  82,26 F 
TBE12-150/BASE TBE12 150 83 9,5 232 46 73 12 6,5 11 6,5 0,50  88,56 F 
TBE12-200/BASE TBE12 200 83 9,5 282 46 73 12 6,5 11 6,5 0,60  94,78 F 
TBE16-50/BASE TBE16 50 98 11,5 150 58 88 16 6,5 11 6,5 0,47  83,95 F 
TBE16-100/BASE TBE16 100 98 11,5 200 58 88 16 6,5 11 6,5 0,62  92,62 F 
TBE16-150/BASE TBE16 150 98 11,5 250 58 88 16 6,5 11 6,5 0,77  101,15 F 
TBE16-200/BASE TBE16 200 98 11,5 300 58 88 16 6,5 11 6,5 0,92  109,65 F 

DISCOUNTS
Qty 1+ 2+ 3+

Disc. List -10% On request
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4xM4 depth 8

4xM4 depth 8

28

18
4x4,5

15

Ø10
14

60 8xM4M5 depth 10

22

18

66
58

32
18

20

69
47

25

84 + stroke
31

32

19

18
8

38±1,5

M6

9 9,6

M16x1,5

H Type guide unit
UGH16 For Ø12 and Ø16 actuators (ISO 6432)

Ø Guide Weight
 Part number Stroke Ø Actuator rod (kg) Price each
UGH16-25 25 12 and 16 10 0,43  200,82 F 
UGH16-50 50 12 and 16 10 0,46  201,87 F 
UGH16-100 100 12 and 16 10 0,52  203,96 F 
UGH16-160 160 12 and 16 10 0,59  206,44 F 
UGH16-200 200 12 and 16 10 0,64  208,12 F 
UGH16-250 250 12 and 16 10 0,70  210,26 F 

Dimensions in mm

QUICK 
DELIVERY

- Guide system for actuator
-  Fitted with 4 smooth bronze 

bearings
-  Slides protected by wiper joints
-  Actuator coupling available on 

front face
-  Supplied with fixing screw  

for actuator
- Maintenance free
-  Working temperature:  

+5 to +80 °C
- Maximum speed: 1 m/s
-  Maximum loads:  

See end of section
- M aterial: 

Body + face plate:  
anodised aluminium 
Couplings + screws:  
Zinc plated steel 
Guide shafts:  
Chromed steel

Excellent price/
Quality ratio

Accurate even over 
long strokes

2+
On request

1+
List

Qty
Disc.

DISCOUNTS
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H Type guide unit
UGH20

- Guide system for actuator
-  Fitted with 4 smooth bronze 

bearings
-  Slides protected by wiper joints
-  Actuator coupling available on 

front face
-  Supplied with fixing screw  

for actuator
- Maintenance free
-  Working temperature:  

+5 to +80 °C
- Maximum speed: 1 m/s
-  Maximum loads:  

See end of section
- M aterial: 

Body + face plate:  
anodised aluminium 
Couplings + screws:  
Zinc plated steel 
Guide shafts:  
Chromed steel

For Ø20 actuators (ISO 6432)

4xM5 depth 10

4xM5 depth 10

38

28
4x5,5

20
Ø10

19
100 8xM5M5 depth 10

28

28

80
68

52
28

20

84
62

40,5

135 + stroke
57

52

23

28
10

55±1,5

M8

22 11

M22x1,5

Ø Guide Weight
Part number Stroke Ø Actuator rod (kg) Price each
UGH20-25 25 20 10 0,93  221,62 F 
UGH20-50 50 20 10 0,96  222,65 F 
UGH20-100 100 20 10 1,02  224,69 F 
UGH20-160 160 20 10 1,09  227,21 F 
UGH20-200 200 20 10 1,14  228,96 F 
UGH20-250 250 20 10 1,20  231,02 F 

Dimensions in mm

Excellent price/
Quality ratio

Accurate even over 
long strokes

2+
On request

1+
List

Qty
Disc.

DISCOUNTSQUICK 
DELIVERY
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4xM5 prof 10

4xM5 prof 10

38

28

4x5,520
Ø10

19
100

8xM5
M5

28

28

80 6852 28

20

84 62 40,5

135 + corsa
57

52

23

28
10

55±1,5

M10x1,25
22 11

M22x1,5

Unità di guida a H
UGH25

Colonna di guida per cilindro
-  Guida su 4 cuscinetti lisci in bronzo
-  Protezione della guida tramite 4 

giunti raschiatori 
-  Ghiera dello stelo del cilindro libero 

sulla piastra anteriore 
-  Consegnato con dado specifico per 

il fissaggio del cilindro
- Manutenzione non richiesta
- T° di utilizzo: da +5° a +80°
- Velocità max : 1m/s
-  Carico ammissibile: vedere la 

tabella alla fine della sezione
-  M ateriali:  

Corpo e piastra anteriore:  
alluminio anodizzato 
Ghiera e viti: 
acciaio zincato 
Colonna: acciaio cromato

Per cilindro Ø25  ISO 6432

Guida lunga e precisa

UGH25-25 25 25 10 0,93  221,62 F 
UGH25-50 50 25 10 0,96  222,62 F 
UGH25-100 100 25 10 1,02  224,69 F 
UGH25-160 160 25 10 1,09  227,21 F 
UGH25-200 200 25 10 1,14  228,94 F 
UGH25-250 250 25 10 1,20  230,99 F 

  Codice
Corsa
(mm)

Ø cilindro
(mm)

Ø Colonna di 
guida (mm)

Massa
(kg) Prezzo unit.

Dimensioni in mm

SCONTI PER QTÀ
Qtà 1+ 2+
Sc. Prezzo Su richiesta

consegna 
rapida
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4xØ6,6

25

22

25

120

6,5

11

4xM6 prof 12
32,5

4xØ11

4xM6
32,5

24
Ø12

M6 prof 12
2xØ6 H7 prof 10
4xM6 prof 12

147+corsa2xØ6 H7 prof 10

45

92 78 32,5
97

74
50,2

50
±0

,0
2

32,5 62,25±2,5(regolaz)

81 
±0,0261

27
473

Ø30

fissaggio del 
cilindro 

tramite 4 viti 
M6 su  32,5

M10x1,25
32,5

Unità di guida a H
UGH32Per cilindro Ø32  ISO 15552 (VDMA24562)

Colonna di guida per cilindro
-  Guida su 4 cuscinetti lisci in bronzo
-  Protezione della guida tramite 4 giunti 

raschiatori 
-  Ghiera dello stelo del cilindro libero  

sulla piastra anteriore 
-  Fori di posizionamento in linea con le 

raccomandazioni CNOMO
-   Consegnato con 4 viti per il fissaggio del 

cilindro
- Manutenzione non richiesta
- T° di utilizzo: da +5° a +80°
- Velocità max : 1m/s
-  Carico ammissibile: vedere la tabella  

alla fine della sezione
-  M ateriali:  

Corpo e piastra anteriore: 
Alluminio anodizzato 
Ghiera e viti:  
Acciaio zincato 
Colonna: 
Acciaio  
cromato

Guida lunga e precisa

UGH32-25 25 32 12 1,34  223,97 F 
UGH32-50 50 32 12 1,38  225,12 F 
UGH32-100 100 32 12 1,47  227,35 F 
UGH32-160 160 32 12 1,57  230,10 F 
UGH32-200 200 32 12 1,64  231,91 F 
UGH32-250 250 32 12 1,72  234,13 F 
UGH32-320 320 32 12 1,84  237,33 F 
UGH32-400 400 32 12 1,98  240,98 F 
UGH32-500 500 32 12 2,15  245,50 F 
UGH32-600 600 32 12 2,32  250,00 F 

  Codice
Corsa
(mm)

Ø Cilindro
(mm)

Ø Colonna di 
guida (mm)

Massa
(kg) Prezzo unit.

Dimensioni in mm

consegna 
rapida

SCONTI PER QTÀ
Qtà 1+ 2+
Sc. Prezzo Su richiesta
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Unità di guida a H
Per cilindri Ø40  ISO 15552 (VDMA 24562)UGH40

Colonna di guida per cilindro
-  Guida su 4 cuscinetti lisci in bronzo
-  Protezione della guida tramite 4 

giunti raschiatori 
-  Giunto dello stelo del cilindro libero 

sulla piastra anteriore 
-  Fori di posizionamento in linea con le 

raccomandazioni CNOMO
-  Consegnato con 4 viti per il fissaggio 

del cilindro
- Manutenzione non richiesta
- T° di utilizzo: da +5° a +80°
- Velocità max : 1m/s
-  Carico ammissibile: vedere la tabella 

alla fine della sezione
-  M ateriali: 

Corpo e piastra anteriore: alluminio 
anodizzato 
Giunto e  
viti:  
acciaio zincato 
Colonna:  
acciaio  
cromato

4xØ6,6

29

28

29

125

6,5

15

4xM6 prof 12
38

4xØ11

4xM6

38

29
Ø16

M6 prof 12
2xØ6 H7 prof 10

4xM6 prof 12

167+corsa2xØ6 H7 prof 10

55
38

112 84 38
115

58

54
±0

,0
2

38 66±3 (regolaz.)

99
±0,0269

30
1865

Ø35

fissaggio del cilindro  
tramite 4 viti M6 su 38

87

  Codice
Corsa
(mm)

Ø Cilindro
(mm)

Ø Colonna di 
guida (mm)

Massa
(kg) Prezzo unit.

UGH40-25 25 40 16 2,38  288,82 F 
UGH40-50 50 40 16 2,46  290,66 F 
UGH40-100 100 40 16 2,61  294,38 F 
UGH40-160 160 40 16 2,80  298,88 F 
UGH40-200 200 40 16 2,92  301,82 F 
UGH40-250 250 40 16 3,08  305,57 F 
UGH40-320 320 40 16 3,29  310,74 F 
UGH40-400 400 40 16 3,54  316,69 F 
UGH40-500 500 40 16 3,85  324,12 F 
UGH40-600 600 40 16 4,16  331,60 F 

Guida lunga e precisa

Dimensioni in mm

SCONTI PER QTÀ
Qtà 1+ 2+
Sc. Prezzo Su richiesta

consegna 
rapida

M12x1,25
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4xØ935

28

35

140

9

19

46,5

4xØ15

4xM8

34

Ø20

M8 prof 16

2xØ6 H7 prof 10
4xM8 prof 16

195+corsa2xØ6 H7 prof 10

68
46,5

134

100
46,5

137 70

72
±0

,0
2

46,5 73,75±4 (regolaz.)

119
±0,0285

40
2470

Ø40104

4xM8 prof 16

46,5

fissaggio del cilindro 
tramite 4 viti M8 su 46,5

Unità di guida a H
UGH50Per cilindro Ø50  ISO 15552 (VDMA 24562)

Colonna di guida per cilindro
-  Guida su 4 cuscinetti lisci in bronzo
-  Protezione della guida tramite  

4 giunti raschiatori 
-  Giunto dello stelo del martinetto libero 

sulla piastra anteriore 
-  Fori di posizionamento in linea con le 

raccomandazioni CNOMO
-  Consegnato con 4 viti per il fissaggio 

del cilindro
- Manutenzione non richiesta
- T° di utilizzo: da +5° a +80°
- Velocità max : 1m/s
-  Carico ammissibile: vedere la tabella 

alla fine della sezione

.Materiali.
-  M ateriali:  

Corpo e piastra anteriore:  
alluminio anodizzato 
Giunto e viti: 
acciaio zincato 
 Colonna:  
acciaio  
cromato

  Codice
Corsa
(mm)

Ø Cilindro
(mm)

Ø Colonna di 
guida (mm)

Massa
(kg) Prezzo unit.

Guida lunga e precisa

Dimensioni in mm

UGH50-25 25 50 20 3,82  348,91 F 
UGH50-50 50 50 20 3,94  351,38 F 
UGH50-100 100 50 20 4,18  356,32 F 
UGH50-160 160 50 20 4,47  362,29 F 
UGH50-200 200 50 20 4,66  366,22 F 
UGH50-250 250 50 20 4,90  371,18 F 
UGH50-320 320 50 20 5,24  378,09 F 
UGH50-400 400 50 20 5,62  386,00 F 
UGH50-500 500 50 20 6,10  395,93 F 
UGH50-600 600 50 20 6,58  405,78 F 

SCONTI PER QTÀ
Qtà 1+ 2+
Sc. Prezzo Su richiesta

consegna 
rapida

M16x1,5
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Madrevite a passo lungo inox 304
Fino a 40mm  

di corsa per rotazione
TPR

- Madrevite sola
-  Filettatura inclinata a destra
-  Per regolazioni rapide senza 

sistema pneumatico né cinghia 
dentata

- Nessuna ritenuta all'arresto
- M ateriale:  

Inox 304

.Info..
-  Lunghezza max: 3000mm 

(Tranne madrevite  
TPR 6,35: max 1000mm)

.Accessori.
-  Funziona con dadi a passo 

lungo EPRC e EPRF (p.159-160) 
(incompatibile con il dado ECPR)

inox 304

Passo P Angolo Numero Lunghezza Prezzo Unit.
Codice ØD (mm) d’elica di principi L (mm) da 1 a 4
TPR6.35-2.54-1000/SS 6,35 2,54 7,26° 2 1000 -  51,11 F 
TPR6.35-25.4-1000/SS 6,35 25,4 51,85 8 1000 4  90,46 F 
TPR10-12-1000/SS 10 12 21,54° 4 1000 4  106,96 F 
TPR10-25-1000/SS 10 25 38,51° 8 1000 -  108,89 F 
TPR10-50-1000/SS 10 50 57,86° 10 1000 -  131,68 F 
TPR14-25-1000/SS 14 25 29,61° 5 1000 4  152,68 F 
TPR14-30-1000/SS 14 30 34,30° 6 1000 -  139,19 F 
TPR18-40-1000/SS 18 40 35,65° 8 1000 4  224,76 F 

SCONTI PER QUANTITÀ
Qtà 1+ 5+ 10+
Sc. Prezzo -5% Su richiesta

P

ØD

L

*Nei limiti delle disponibilità - Dimensioni in mm

Stock*

Madrevite 

multiprincipio
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SCONTI PER QUANTITÀ
Qtà 1+ 5+ 10+
Sc. Prezzo -5% Su richiesta

Dado flangiato per madrevite a passo lungo
EPRF

- Dado singolo
- Filettatura inclinata a destra
- Senza lubrificazione e a lunga durata
- Materiale: 
     Iglidur J

.Vantaggi.
- Rendimento elevato a qualsiasi velocità
- Lunga durata
- Eccellente coefficiente di attrito
- Velocità elevata

.Accessori.
-  Funziona con le madreviti a passo lungo 

TPR (p.158) (incompatibile con le LPR) 

Passo F assiale Prezzo
P statica Unit.

Codice ØD1 (mm) ØD2 ØD3 ØD4 ØD5 B1 B2 maxi (N) Stock* da 1 a 4
EPRF6.35-2.54 6,35 2,54 13 25 19 3,2 15 5 125 -  52,71 F 
EPRF6.35-25.4 6,35 25,4 13 25 19 3,2 15 5 125 4  52,71 F 
EPRF10-12 10 12 25 42 34 5 25 10 845 4  66,30 F 
EPRF10-25 10 25 25 42 34 5 25 10 780 -  66,30 F 
EPRF10-50 10 50 25 42 34 5 25 10 453 4  66,30 F 
EPRF14-25 14 25 28 48 38 6 35 12 1428 -  76,86 F 
EPRF14-30 14 30 28 48 38 6 35 12 1428 -  76,86 F 
EPRF18-40 18 40 28 48 38 6 35 12 1910 4  85,55 F 

Fino a 40mm di corsa 
per rotazione

Con flangia

ØD1

ØD2

ØD5

ØD4
ØD3

B1

B2

*Nei limiti delle disponibilità - Dimensioni in mm
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Dado cilindrico per madrevite a passo longo
Fino a 40mm  

di corsa per rotazione
EPRC

ØD2 B1

ØD1

SCONTI PER QUANTITÀ
Qtà 1+ 5+ 10+
Sc. Prezzo -5% Su richiesta

F assiale Prezzo
Passo P statica Unit.

Codice ØD1 (mm) ØD2 B1 maxi (N) Stock* da 1 a 4
EPRC6.35-2.54 6,35 2,54 14 13 152 -  42,11 F 
EPRC6.35-25.4 6,35 25,4 14 13 152 -  42,11 F 
EPRC10-12 10 12 22 20 755 -  49,10 F 
EPRC10-25 10 25 22 20 623 -  49,10 F 
EPRC10-50 10 50 22 20 365 4  49,10 F 
EPRC14-25 14 25 30 27 1120 4  58,31 F 
EPRC14-30 14 30 30 27 932 -  58,31 F 
EPRC18-40 18 40 40 36 2005 -  57,36 F 

- Dado singolo
- Filettatura inclinata a destra
- Senza lubrificazione e a lunga durata
- Materiale: 
     Iglidur J

.Vantaggi.
- Rendimento elevato a qualsiasi velocità
- Lunga durata
- Eccellente coefficiente di attrito
- Velocità elevata

.Accessori.
-  Funziona con le madreviti a passo lungo 

TPR (p.158) (incompatibile con le LPR)

*Nei limiti delle disponibilità - Dimensioni in mm
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Surface mounting SFWR
Shaft end support

- For linear guide shaft
- End support bracket
-  Material: Aluminium
- Adjustable backlash
- Mounting holes conform to DIN912 8.8

Ød1

SW
Ød

A1
A

ØD

B1
B

*Depending on availability - Dimensions in mm

Part Weight Price each
number Ød A B ØD A1 Ød1 B1 SW   (kg) 1 to 4
SFWR-12 12 40 20 23,5 30±0,12 5,5 12 M3 0,05 4  56,43 F 
SFWR-16 16 50 20 27,5 35±0,12 5,5 12 M3 0,08 4  64,21 F 
SFWR-20 20 50 23 33,5 38±0,15 6,6 14 M4 0,10 4  71,97 F 
SFWR-25 25 60 25 42,0 42±0,15 6,6 16 M5 0,15 4  81,95 F 
SFWR-30 30 70 30 49,5 54±0,25 9,0 19 M6 0,24 4  105,21 F 
SFWR-40 40 100 40 65,0 68±0,25 11,0 26 M8 0,66 4  127,37 F 
SFWR-50 50 100 50 75,0 75±0,25 11,0 36 M8 0,82 -  172,40 F 

DISCOUNTS
Qty 1+ 5+ 10+ 25+

Disc. List -6% -12% On request

Stock*
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ØM ØM

ØD

F@20°F@20°

P P

L

DISCOUNTS
Qty 1+ 2+ 4+ 8+

Disc. List -15% -20% On request

Shaft for linear guides 
Hardened ground steelZa-m/m

Dimensions in mm

ØD Length Weight Price
Part number (h6) L(mm) F ØM P (kg) each
Z12-100A-M5/M5 12 100 1,8 M5 10 0,089  33,75 F 
Z12-200A-M5/M5 12 200 1,8 M5 10 0,178  39,05 F 
Z12-300A-M5/M5 12 300 1,8 M5 10 0,267  44,34 F 
Z12-400A-M5/M5 12 400 1,8 M5 10 0,356  49,61 F 
Z12-500A-M5/M5 12 500 1,8 M5 10 0,445  54,90 F 
Z12-600A-M5/M5 12 600 1,8 M5 10 0,534  60,17 F 
Z16-100A-M6/M6 16 100 2,0 M6 12 0,157  40,27 F 
Z16-200A-M6/M6 16 200 2,0 M6 12 0,314  46,88 F 
Z16-300A-M6/M6 16 300 2,0 M6 12 0,471  53,49 F 
Z16-400A-M6/M6 16 400 2,0 M6 12 0,628  60,11 F 
Z16-500A-M6/M6 16 500 2,0 M6 12 0,785  66,74 F 
Z16-600A-M6/M6 16 600 2,0 M6 12 0,942  73,36 F 
Z16-700A-M6/M6 16 700 2,0 M6 12 1,099  79,96 F 
Z16-800A-M6/M6 16 800 2,0 M6 12 1,256  86,58 F 
Z20-100A-M8/M8 20 100 2,2 M8 16 0,245  42,48 F 
Z20-200A-M8/M8 20 200 2,2 M8 16 0,490  50,07 F 
Z20-300A-M8/M8 20 300 2,2 M8 16 0,735  57,62 F 
Z20-400A-M8/M8 20 400 2,2 M8 16 0,980  65,22 F 
Z20-500A-M8/M8 20 500 2,2 M8 16 1,225  72,77 F 
Z20-600A-M8/M8 20 600 2,2 M8 16 1,470  80,34 F 
Z20-700A-M8/M8 20 700 2,2 M8 16 1,715  87,92 F 
Z20-800A-M8/M8 20 800 2,2 M8 16 1,960  95,49 F 
Z20-900A-M8/M8 20 900 2,2 M8 16 2,205  103,07 F 
Z20-1000A-M8/M8 20 1000 2,2 M8 16 2,450  110,66 F 
Z25-100A-M10/M10 25 100 2,5 M10 20 0,383  52,45 F 
Z25-200A-M10/M10 25 200 2,5 M10 20 0,766  61,48 F 
Z25-300A-M10/M10 25 300 2,5 M10 20 1,149  70,54 F 
Z25-400A-M10/M10 25 400 2,5 M10 20 1,532  79,60 F 
Z25-500A-M10/M10 25 500 2,5 M10 20 1,915  88,66 F 
Z25-600A-M10/M10 25 600 2,5 M10 20 2,298  97,69 F 
Z25-700A-M10/M10 25 700 2,5 M10 20 2,681  106,75 F 
Z25-800A-M10/M10 25 800 2,5 M10 20 3,064  115,77 F 
Z25-900A-M10/M10 25 900 2,5 M10 20 3,447  124,83 F 
Z25-1000A-M10/M10 25 1000 2,5 M10 20 3,830  133,89 F 

-  Hardened and ground shaft for linear 
guidance with threaded holes

- Material:
     Hardened ground steel Ck55

Tapped 
holes
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Included 4 linear ball bearings BPQ

- Block bearings allowing the creation of a 
linear table with 2 guide shafts

- Supplid with 4 compact linear ball bearings
- Protected with wiper seals
- Working T°: from +5°C to +80°C
- Max speed: 2m/s
- Materials:
     Housing: anodised aluminium
     Ball bearing: plastic housing, NBR wipers

Quadro linear ball bearing unit

B

E
ØA

NØD3

ØD4

HM
F C

H/2

U±0,01

4xØD1

ØD2

P2

B

Dimensions in mm

DISCOUNTS
Qty 1+ 2+ 4+

Disc. List -5% On request

F* C* M*
Part number (daN) (Nm) (Nm)
BPQ12-4 17 / 10 8 / 5 16 / 10
BPQ16-4 34 / 20 17 / 11 32 / 19 
BPQ20-4 64 / 40 29 / 18 55 / 34 
BPQ25-4 125 / 80 52 / 30 90 / 60 

For shaft Weight
Part number ØA B ØD1 ØD2 ØD3 ØD4 E H N P2 U (kg) Price each
BPQ12-4 Ø12 85 M6 10,2 M4 19 73 32 2 7 46 0,53  174,82 F 
BPQ16-4 Ø16 98 M6 10,2 M5 31 88 36 2 7 56 0,75  189,38 F 
BPQ20-4 Ø20 130 M8 13,5 M5 31 115 46 2 8 72 1,75  241,23 F 
BPQ25-4 Ø25 160 M10 17,0 M6 45 140 56 4 11 88 3,20  320,82 F 

*load: max values, static / dynamic
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Single piece assemblyBAGTR

-  Single piece leadscrew locking 
assembly

- M aterial: 
Anodised aluminium

.Info..
-  Screw head can be larger than 

diameter ØD
- Overall dimension is ØD + 2 mm

.Accessory.
- LFM leadscrew

10+
-10%

50+
On request

25+
-18%

1+
List

Qty
Disc.

DISCOUNTS

Ød

ØD

B

Leadscrew locking ring

Typical application:  
fitted to a LFM leadscrew

Static axial Price each
Part number Ød ØD B load (N) 1 to 9

Right hand thread
BAG1-TR10 TR10X2 24 8 1800 4  23,87 F 
BAG1-TR12 TR12X3 28 8 2096 4  31,64 F 
BAG1-TR16 TR16X4 34 11 3840 4  45,80 F 
BAG1-TR18 TR18X4 36 13 5216 4  25,06 F 
BAG1-TR20 TR20X4 45 15 6784 4  26,17 F 
BAG1-TR24 TR24X5 45 15 8096 4  44,01 F 

 Left hand thread
BAG1-TR10/LH TR10X2 24 8 1800 -  19,80 F 
BAG1-TR12/LH TR12X3 28 8 2096 -  36,38 F 
BAG1-TR16/LH TR16X4 34 11 3840 -  45,78 F 
BAG1-TR18/LH TR18X4 36 13 5216 -  28,85 F 
BAG1-TR20/LH TR20X4 45 15 6784 -  30,06 F 
BAG1-TR24/LH TR24X5 45 15 8096 -  50,61 F 

Stock*

*Depending on availability - Dimensions in mm
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Automatic chain tensioner
With sprocket

N° of Tension Price each
 Part number Chain Pitch teeth S Øext ØPCD F E H Stroke (N) 1 to 3
 Steel sprocket
TCRX-06B1 06B1 9,525 15 5,3 49,3 45,81 160 135,0 95,0 40 100 to 240  69,44 F 
TCRX-08B1 08B1 12,700 15 7,2 65,5 61,09 186 153,5 113,5 40 100 to 240  68,74 F 
TCRX-10B1 10B1 15,875 15 9,1 83,0 76,36 196 153,5 113,5 40 100 to 240  73,42 F 
 Stainless steel sprocket
TCRX-06B1/SS 06B1 9,525 15 5,3 49,3 45,81 160 135,0 95,0 40 100 to 240  85,72 F 
TCRX-08B1/SS 08B1 12,700 15 7,2 65,5 61,09 186 153,5 113,5 40 100 to 240  91,17 F 
TCRX-10B1/SS 10B1 15,875 15 9,1 83,0 76,36 196 153,5 113,5 40 100 to 240  116,47 F 

TCRX

- Tensioner for single chain
- M aterials: 

Housing and column: polyamide reinforced  
with 30% glass fibre 
Screws and springs: stainless steel 304L 
Steel version: bracket and sprocket steel 
Stainless steel version: bracket, axle and nut 
stainless steel 304L, stainless steel sprocket, 
sprocket bearing lubricated for life  (FM 222 grease 
suitable for food industry acc USA standards.

.Accessories.
-  For use with SBR or SBS chains

steel or  

stainless 

steel

E
F

Pre-tension adjustment

58
Ø7

24

27
7

38
46
60

40

10

20

H

20

32
19
s

DISCOUNTS
Qty 1+ 4+ 10+

Disc. List -10% On request

*Depending on availability - Dimensions in mm

in stock*
Otherwise contact us
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Automatic chain tensioner
With wide guide

Tension (N) Price each
  Part number Chain A C Stroke 1 spring 2 springs 3 springs 1 to 3
TCL-AR-06B1 06B1 5 30 40 60 to 132 120 to 264 180 to 396  127,52 F 
TCL-AR-08B1 08B1 7 30 40 60 to 132 120 to 264 180 to 396  127,52 F 
TCL-AR-10B1 10B1 9 30 40 60 to 132 120 to 264 180 to 396  127,52 F 
TCL-AR-12B1 12B1 11 30 40 60 to 132 120 to 264 180 to 396  127,52 F 

TCL AR

- Tensioner for single chain
- M aterials: 

Housing: polyamide reinforced with  
30% glass fibre 
Profile: Green HD1000 polyethylene 
Machined column: Black HD500 polyethylene 
Screws and springs: stainless steel 304L

.Adjustment.
-   Tension pressure can be reduced by loosening  

the springs, see instructions

.Accessories.
-  To use with SBR or SBS chains

A

C

==

154,5

114,5
Ø7

80
94
100

62,5

40

140

19,5 19,5

38

Ø10

DISCOUNTS
Qty 1+ 4+ 10+

Disc. List -10% On request

Dimensions in mm
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Automatic chain tensioner
With support TCSH

- Tensioner for single chain
- M aterials: 

Housing and column: polyamide reinforced with 
30% glass fibre 
Profile: Green HD1000 polyethylene 
Screws and springs: stainless steel 304L

.Accessories.
-  For use with SBR or SBS chains

75

20

40

27

95,5

135,5

58

38
46
60

Pre-tensioning element

7

Ø7

24

A

C

==

DISCOUNTS
Qty 1+ 4+ 10+

Disc. List -10% On request

*Depending on availability - Dimensions in mm

Tension Price each
Part number Chain A C Stroke (N) Stock* 1 to 3
TCSH-06B1 06B1 5 20 40 100 to 240 4  40,98 F 
TCSH-08B1 08B1 7 20 40 100 to 240 4  40,98 F 
TCSH-10B1 10B1 9 20 40 100 to 240 4  40,98 F 
TCSH-12B1 12B1 11 20 40 100 to 240 4  40,98 F 
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Larghezza
E

G
ØA ØC ØB ØD

Puleggia folle
Per cinghia piattaPTGP

- Puleggia folle
- M ateriale: 

PA6 rinforzato 30% di fibre di vetro 
cuscinetto acciaio

-  Velocità max 5000 g/min 
(tranne PTGP30 e PTGP32 9000 g/min)

.Accessori. 
- Perni AXTR (p.169)

SCONTI PER QUANTITÀ
Qtà 1+ 10+ 25+ 50+
Sc. Prezzo -20% -30% Su richiesta

Larghezza Per Prezzo Unit.
Codice ØD L ØB Cuscinetto ØC ØA E G asse da 1 a 9
PTGP30-9-8 40 13,2 30 608 2ZZ 20 8 9,2 7 AXTR-M8 4  11,71 F 
PTGP32-13-8 42 17,2 32 608 2ZZ 22 8 13,2 7 AXTR-M8 4  11,84 F 
PTGP50-18-17 62 22,5 50 6203 2RS 38 17 18,3 12 AXTR-M12 4  12,79 F 
PTGP50-20-17 62 26 50 6203 2RS 38 17 20,3 12 AXTR-M12 4  15,78 F 
PTGP75-25-17 87 29,5 75 6203 2RS 38 17 25,3 12 AXTR-M12 4  16,95 F 
PTGP75-31-17 87 35,5 75 6203 2RS 38 17 31,3 12 AXTR-M12 4  16,12 F 
PTGP75-31-17D 87 35,5 75 6203 2RS 38 17 31,3 24 AXTR-M12 4  20,90 F 

Stock*

*Nei limiti delle disponibilità - Dimensioni in mm
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Per cinghia piatta, trapezoidale o tonda AXTR

- Perno per puleggia folle
- M ateriale: 

acciacio C45 zincato bicromato

.Accessori.
-  Compatibile con pulegge folli 

PTGP (p.168)

Dimensioni in mm

Perno per puleggia folle

L1
Distanziale

L
L2

ØMSW

H
ØSD

ØD
E

Prezzo Unit.
Codice ØM ØSD ØD L L1 L2 E SW H da 1 a 9
AXTR-M8 M8 8 12 30 25 14,5 4 13 5  7,92 F 
AXTR-M12 M12 17 23 53 47 26,5 9 22 6  7,59 F 

SCONTI PER QUANTITÀ
Qtà 1+ 10+ 25+ 50+
Sc. Prezzo -20% -30% Su richiesta
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*Depending on availability - Dimensions in mm

RLR Self-adjusting 

- Easily installed
-  Uses the space between two drive sprockets
- Self positioning
- Dampens vibration
- Self lubricating
-  Working temperature: -20°C to +70°C 

(except RLR20-030: -4°C to +40°C)
- Normal resistance to UV radiation
- Material: polymer

 Use 
-  Multiple tensioners can be used in series on long chains or in 

parallel on multiple chains
-  On triple chains, tensioners are only needed on inner 

and outer strands

 Advantages 
-  Works equally as well on vertically or diagonally  

mounted chains
-  Does not require fixing or special installation 

 Accessories 
-  For use with SBR or SBS chains

Roll-Ring® chain tensioner

S

di

A

do

DISCOUNTS
Qty 1+ 6+ 21+

Disc. List -5% On request
Static
force Max.

Internal Max. of max. chain Price
Part No. of Ref. Pitch diameter deviation expansion speed each
number teeth ISO (mm) do di S A (N) (m/s) 1 to 5
RLR05-030 30 05B 8,00 76,5 65,0 20 104,0 2,9 5,0 4  135,92 F 
RLR06-030 30 06B 9,52 91,1 73,0 25 122,0 15,2 5,2 4  117,77 F 
RLR06-036 36 06B 9,52 109,0 89,0 25 143,0 28,5 5,2 4  160,55 F 
RLR08-026 26 08B 12,70 105,5 87,5 27 135,0 13,4 7,5 4  109,63 F 
RLR08-030 30 08B 12,70 121,5 101,6 30 161,6 14,2 8,6 4  126,52 F 
RLR08-034 34 08B 12,70 137,5 115,4 30 165,0 22,0 8,8 4  143,37 F 
RLR10-026 26 10B 15,88 128,4 105,0 28 153,0 28,2 4,2 4  133,62 F 
RLR10-030 30 10B 15,88 148,0 124,6 33 177,0 23,0 8,8 -  153,74 F 
RLR10-034 34 10B 15,88 170,0 141,0 38 217,0 45,1 8,8 -  176,37 F 
RLR12-026 26 12B 19,05 155,0 127,6 35 209,5 39,2 5,4 4  163,29 F 
RLR12-030 30 12B 19,05 182,2 153,1 45 242,0 32,2 6,2 4  188,50 F 
RLR16-026 26 16B 25,40 207,0 167,0 45 269,0 95,7 5,7 -  199,00 F 
RLR16-030 30 16B 25,40 245,8 202,0 50 306,0 108,5 6,2 -  229,82 F 
RLR20-030 30 20B 31,75 303,7 256,4 65 390,0 80,5 7,0 -  351,53 F 

Stock*

Very easy
to use
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Roll-Ring® chain tensioners do not require any 
maintenance and can be installed on practically 
all chain drive systems.  Their installation takes 
virtually no time and is inexpensive. The only 
conditions that must be met to be able to use 
them are: 
- The gap between the chain strands must be 
sufficiently large.
- The distance between the chain sprockets must 
be sufficiently large.
We recommend that you position the tensioner 
between two chain strands so that there is at 
least the equivalent of one chain pitch between 
the Roll-Ring® and the smallest sprocket. The 
Roll-Ring® can also be mounted in an alternative 
but efficient manner to that previously described, 
simply verify that the pre-load is sufficiently 
high. We do however; recommend that you carry 
out tests if this is done.
Roll-Ring® chain tensioners can be used in series 
on the same chain strand. They can also be 
used in parallel on each strand of a multiple 
strand chain. For example, a triple strand chain 
requires two Roll-Ring® tensioners on the outside 
strands.

.Installation.

Typical Roll-Ring© 
applications

Vibrations on a non tensioned chain The Roll-Ring© tensioner will dampen the chain

1

2

3

.Advantages.

00 : 10

No additional 
machining 
required

Reduced 
installation time

Easy 
installation

Reduced 
noise

Maintenance 
free
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Ingranaggio conico plastica
Nylon MC901Rapporto

1:1

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prix -12% Su richiesta

- Modulo da 1 a 2,5 
- Angolo di pressione 20°
- Dentatura Gleason
-  Materiale:  

Nylon MC901
-  Per una coppia occorrono due 

componenti

 Info..
-  Gli ingranaggi in plastica 

sono sensibili agli effetti della 
temperatura e dell’umidità. Delle 
variazioni dimensionali possono 
prodursi durante l’esecuzione di 
operazioni secondarie e durante 
le operazioni di post-lavorazione.

Dimensioni in mm

Denti Massa Prezzo unit.
Codice Modulo Z ØA ØB ØC ØD E F G H N J K (g) da 1 a 5
ZB1-20-RA

1
20 6 16 20 21,41 20 13,95 10,71 8 12 5 9,86 2,77  39,83 F 

ZB1-25-RA 25 6 20 25 26,41 23 15,16 11,21 8 14 6 15,03 5,13  48,25 F 
ZB1-30-RA 30 8 24 30 31,41 28 17,71 13,71 10 16 6 19,03 8,44  60,13 F 
ZB1.25-20-RA 1,25 20 8 22 25 26,77 23 15,27 11,38 9 13 6 13,03 5,31  46,42 F 
ZB1.25-25-RA 25 8 25 31,25 33,02 28 17,88 13,26 9,25 16 7 18,70 9,27  54,39 F 
ZB1.5-20-RA

1,5
20 8 26 30 32,12 30 21,24 16,06 13 19 8 15,37 11,0  51,85 F 

ZB1.5-25-RA 25 8 30 37,5 39,62 34 22,25 16,31 11,5 19 9 19,54 17,0  62,54 F 
ZB1.5-30-RA 30 10 36 45 47,12 43 28,24 21,56 16 25 10 25,72 30,9  83,73 F 
ZB2-20-RA

2
20 10 34 40 42,83 37 24,89 18,41 14 22 10 21,72 22,5  64,35 F 

ZB2-25-RA 25 10 40 50 52,83 40 24,33 16,41 10 20 12 26,06 32,7  81,42 F 
ZB2-30-RA 30 12 45 60 62,83 50 29,43 21,41 12,5 25 12 36,06 54,5  109,04 F 
ZB2.5-20-RA

2,5
20 12 42 50 53,54 48 32,54 24,77 19 29 12 28,06 45,9  86,69 F 

ZB2.5-25-RA 25 14 50 62,5 66,04 50 30,41 20,52 12,5 26 15 34,57 63,9  111,30 F 
ZB2.5-30-RA 30 16 60 75 78,54 62 36,28 26,27 17 32 15 47,57 113  153,67 F 
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Ingranaggio conico inox
Inox 303 Rapporto

1:1

Dimensioni in mm

- Modulo da 1 a 2,5 
- Angolo di pressione 20°
- Dentatura Gleason
- Precisione JIS B 1704 : 1978 grado 3
- Materiale : Inox 303
- Durezza dentatura < 187HB
- Per una coppia occorrono due componenti

inox

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prix -12% Su richiesta

Denti ØA Massa Prezzo unit.
Codice Modulo Z H7 ØB ØC ØD E F G H N J K (g) da 1 a 5
SSB1-20-RA

1
20 6 16 20 21,41 20 13,95 10,71 8 12 5 9,86 0,019  69,48 F 

SSB1-25-RA 25 6 20 25 26,41 23 15,16 11,21 8 14 6 15,03 0,035  76,59 F 
SSB1-30-RA 30 8 24 30 31,41 28 17,71 13,71 10 16 6 19,03 0,057  93,85 F 
SSB1.5-20-RA

1,5
20 8 26 30 32,12 30 21,24 16,06 13 19 8 15,37 0,074  88,34 F 

SSB1.5-25-RA 25 10 30 37,5 39,62 34 22,25 16,31 11,5 19 9 19,54 0,11  110,47 F 
SSB1.5-30-RA 30 10 36 45 47,12 43 28,24 21,56 16 25 10 25,72 0,21  166,72 F 
SSB2-20-RA

2
20 12 34 40 42,83 37 24,89 18,41 14 22 10 21,72 0,15  128,74 F 

SSB2-25-RA 25 12 45 50 52,83 40 24,33 16,41 12,5 20 12 26,06 0,24  160,33 F 
SSB2-30-RA 30 12 45 60 62,83 50 29,43 21,41 12,5 25 12 36,06 0,37  240,37 F 
SSB2.5-20-RA 2,5 20 14 42 50 53,54 48 32,54 24,77 19 29 12 28,06 0,30  182,87 F 
SSB2.5-25-RA 25 16 55 62,5 66,04 50 30,41 20,52 15 26 15 34,57 0,46  236,98 F 
SSB2.5-30-RA 30 16 60 75 78,54 62 36,28 26,27 17 32 15 47,57 0,76  368,54 F 
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SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prix -12% Su richiesta

- Modulo da 1 a 2,5
- Angolo di pressione 20°
- Dentatura Gleason
-  Materiale:  

Nylon MC901
-  Per una coppia occorrono due 

componenti

 Info..
-  Gli ingranaggi in plastica sono 

sensibili agli effetti della temperatura e 
dell’umidità. Le variazioni dimensionali 
possono prodursi durante l’esecuzione 
di operazioni secondarie e durante le 
operazioni di post-lavorazione.

Ingranaggio conico plastica
Rapporto
1,5:1
2:1
3:1

Nylon MC901

Dimensioni in mm

Denti Massa Prix Uni.
Codice Modulo Z ØA ØB ØC ØD E F G H N J K (g) 1 à 5
Rapporto 1,5:1
ZHB1.5-20-RA 1,5 20 8 25 30 33,13 33 18,63 11,54 8,83 17 9 17,05 0,009  51,36 F 
ZHB1.5-30-RA 30 10 30 45 46,24 28 18,53 13,93 8,00 16 9 27,37 0,018  70,27 F 
ZHB2-20-RA 2 20 10 35 40 44,18 45 25,06 16,39 13,33 22 11 21,34 0,024  66,98 F 
ZHB2-30-RA 30 10 35 60 61,65 40 26,87 21,24 15,00 23 11 37,56 0,039  103,11 F 
ZHB2.5-20-RA 2,5 20 12 40 50 55,22 55 31,06 19,24 14,16 28 15 27,42 0,042  91,27 F 
ZHB2.5-30-RA 30 15 45 75 77,07 50 34,22 26,55 18,00 30 15 45,61 0,081  141,88 F 
Rapporto 2:1
ZDB1-20-RA 1 20 6 16 20 22,41 28 13,78 8,60 7,00 12 6 9,17 0,003  43,33 F 
ZDB1-40-RA 40 8 25 40 40,59 22 15,07 12,59 8,00 12 6 26,58 0,010  72,59 F 
ZDB1.25-20-RA 1,25 20 8 22 25 28,01 36 18,66 11,75 10,25 17 8 13,22 0,007  49,98 F 
ZDB1.25-40-RA 40 10 32 50 50,73 27 18,54 15,23 10,00 16 8 33,61 0,021  88,30 F 
ZDB1.5-20-RA 1,5 20 8 25 30 33,61 46 25,54 16,90 14,75 24 10 17,28 0,013  57,66 F 
ZDB1.5-40-RA 40 10 38 60 60,88 35 25,01 20,88 15,00 22 10 39,64 0,039  105,43 F 
ZDB2-20-RA 2 20 12 32 40 44,81 60 34,16 21,20 18,00 32 15 20,92 0,028  70,87 F 
ZDB2-40-RA 40 12 40 80 81,17 45 32,37 26,17 18,00 27 15 48,46 0,076  155,99 F 
ZDB2.5-20-RA 2,5 20 12 40 50 56,01 75 43,78 26,50 22,50 41 20 24,56 0,060  103,43 F 
ZDB2.5-40-RA 40 15 50 100 101,47 55 39,73 31,47 20,00 35 20 60,28 0,160  232,98 F 



www.ctmeca.com Tel. +(39) 011 760 95 05174 info2@ctmeca.comTel. +(39) 011 760 95 05 175aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

Ingranaggio conico plastica
Nylon MC901

E
F

G
H

N

ØAK

J

ØB ØC ØD

K

H
G

F
E

N

ØA

J

ØB
ØC
ØD

Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prix -12% Su richiesta

Denti Massa Prezzo unit.
Codice Modulo Z ØA ØB ØC ØD E F G H N J K (g) da 1 a 5
Rapporto 3:1
ZTB1.5-15-RA 1,5 15 8 18 22,5 26,54 47 23,19 13,92 12,50 22,5 10 14,75 0,006  52,91 F 
ZTB1.5-45-RA 45 10 40 67,5 68,06 28 20,44 17,59 11,00 17 10 46,58 0,040  108,02 F 
ZTB2-15-RA 2 15 10 24 30 35,35 60 29,80 15,89 14,00 29 15 19,13 0,014  65,55 F 
ZTB2-45-RA 45 12 60 90 90,75 40 30,40 26,12 17,00 26 15 59,04 0,120  177,69 F 
ZTB2.5-15-RA 2,5 15 12 30 37,5 44,18 75 38,41 19,86 17,50 37 20 20,51 0,028  76,19 F 
ZTB2.5-45-RA 45 15 60 112,5 113,43 50 38,35 32,65 22,00 35 20 72,84 0,200  266,33 F 

Rapporto
1,5:1

2:1
3:1
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- Modulo da 1 a 2,5
- Angolo di pressione 20°
- Dentatura Gleason
- Precisione JIS B 1704: 1978 grado 3
- Materiale: Inox 303
- Durezza dentatura < 187HB
- Per una coppia occorrono due componenti

Ingranaggio conico inox
Rapporto
1,5:1
2:1
3:1

Inox 303

Dimensioni in mm

inox

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prix -12% Su richiesta

Denti ØA Massa Prezzo unit.
Codice Modulo Z H7 ØB ØC ØD E F G H N J K (g) da 1 a 5
Rapporto 1,5:1
SSHB1.5-20-RA 1,5 20 8 25 30 33,13 33 18,63 11,54 8,83 17 9 17,05 0,063  95,57 F 
SSHB1.5-30-RA 30 10 30 45 46,24 28 18,53 13,93 8 16 9 27,37 0,120  147,19 F 
SSHB2-20-RA 2 20 10 35 40 44,18 45 25,06 16,39 13,33 22 11 21,34 0,160  142,70 F 
SSHB2-30-RA 30 10 35 60 61,65 40 26,87 21,24 15 23 11 37,56 0,260  224,76 F 
SSHB2.5-20-RA 2,5 20 12 40 50 55,22 55 31,06 19,24 14,16 28 15 27,42 0,280  204,71 F 
SSHB2.5-30-RA 30 15 45 75 77,07 50 34,22 26,55 18 30 15 45,61 0,540  347,99 F 
Rapporto 2:1
SSDB1.5-20-RA 1,5 20 8 25 30 33,61 46 25,54 16,9 14,75 24 10 17,28 0,088  102,03 F 
SSDB1.5-40-RA 40 10 38 60 60,88 35 25,01 20,88 15 22 10 39,64 0,270  228,96 F 
SSDB2-20-RA 2 20 12 32 40 44,81 60 34,16 21,2 18 32 15 20,92 0,190  160,70 F 
SSDB2-40-RA 40 12 50 80 81,17 45 32,37 26,17 18 27 15 48,46 0,610  372,68 F 
SSDB2.5-20-RA 2,5 20 12 40 50 56,01 75 43,78 26,5 22,5 41 20 24,56 0,400  249,74 F 
SSDB2.5-40-RA 40 15 60 100 101,46 55 39,73 31,46 20 35 20 60,28 1,210  629,33 F 
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Ingranaggio conico inox
Inox 303

E
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G
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ØB ØCØD
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ØC
ØD

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prix -12% Su richiesta

Denti ØA Massa Prezzo unit.
Codice Modulo Z H7 ØB ØC ØD E F G H N J K (g) da 1 a 5
Rapporto 3:1
SSTB1.5-15-RA 1.5 15 8 18 22,5 26,54 47 23,19 13,92 12,5 22,5 10 14,75 0,041  76,20 F 
SSTB1.5-45-RA 45 10 36 67,5 68,06 28 20,44 17,59 11 17 10 46,58 0,250  249,01 F 
SSTB2-15-RA 2 15 10 24 30 35,35 60 29,8 15,89 14 29 15 19,13 0,095  110,44 F 
SSTB2-45-RA 45 12 60 90 90,75 40 30,4 26,12 17 26 15 59,04 0,800  435,38 F 
SSTB2.5-15-RA 2.5 15 12 30 37,5 44,18 75 38,41 19,86 17,5 37 20 20,51 0,190  156,56 F 
SSTB2.5-45-RA 45 15 60 112,5 113,43 50 38,35 32,65 22 35 20 72,84 1,360  725,26 F 

Dimensioni in mm

Rapporto
1,5:1

2:1
3:1
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-  Ingranaggio dritto 
dentatura JIS classe 8 
(JISB1702-1:1998)

- Angolo di pressione 20°
- M ateriale: 

Ottone CuZn39Pb3 (C6304)

.Info.
- *Coppia (bending strength) G

E F
J

ØA

ØT

ØM ØP ØD

Dimensioni in mm

ØA Prezzo
Z ØP ØD ØM alesaggio Coppia* Massa unit.

Codice denti primitivo esterno mozzo (H7) E F G ØT J (Nm) (kg) da 1 a 5
GB0.5-15-RA03T 15 7,5 8,5 8,5 3 3 11 14 M3 2,5 0,058 0,005  27,44 F 
GB0.5-16-RA03T 16 8,0 9,0 9,0 3 3 11 14 M3 2,5 0,065 0,006  27,44 F 
GB0.5-20-RA04 20 10,0 11,0 8,5 4 3 7 10 - - 0,091 0,004  27,98 F 
GB0.5-20-RA03T 20 10,0 11,0 11,0 3 3 11 14 M3 2,5 0,091 0,010  31,86 F 
GB0.5-22-RA03T 22 11,0 12,0 9,0 3 3 7 10 M3 3,5 0,10 0,005  33,93 F 
GB0.5-24-RA04T 24 12,0 13,0 10,0 4 3 7 10 M3 3,5 0,12 0,006  35,58 F 
GB0.5-25-RA04 25 12,5 13,5 11,0 4 3 7 10 - - 0,12 0,008  35,58 F 
GB0.5-30-RA04 30 15,0 16,0 13,0 4 3 7 10 - - 0,16 0,011  36,35 F 
GB0.5-30-RA03T 30 15,0 16,0 12,0 3 3 7 10 M3 3,5 0,16 0,010  39,92 F 
GB0.5-30-RA04T 30 15,0 16,0 12,0 4 3 7 10 M3 3,5 0,16 0,010  39,92 F 
GB0.5-30-RA05T 30 15,0 16,0 12,0 5 3 7 10 M4 3,5 0,16 0,009  39,92 F 
GB0.5-38-RA04T 38 19,0 20,0 16,0 4 3 7 10 M3 3,5 0,22 0,018  41,38 F 
GB0.5-40-RA04 40 20,0 21,0 17,0 4 3 7 10 - - 0,23 0,020  41,49 F 
GB0.5-50-RA04T 50 25,0 26,0 22,0 4 3 7 10 M3 3,5 0,31 0,033  45,75 F 

Ingranaggio dritto ottone
Ottone CuZn39Pb3Modulo

0,5

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prezzo -12% Su richiesta
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-  Ingranaggio dritto 
dentatura JIS classe 8 
(JISB1702-1:1998)

- Angolo di pressione 20°
- M ateriale: 

Ottone CuZn39Pb3 (C6304)

.Info.
- *Coppia (bending strength)

G
E F

J

ØA

ØT

ØM ØP ØD

Dimensioni in mm

ØA Prezzo
Z ØP ØD ØM alesaggio Coppia* Massa unit.

Codice denti primitivo esterno mozzo (H7) E F G ØT J (Nm) (kg) da 1 a 5
GB0.8-15-RA04T 15 12,0 13,6 9,0 4 4 8 12 M3 4 0,20 0,007  20,53 F 
GB0.8-16-RA04T 16 12,8 14,4 10,0 4 4 8 12 M3 4 0,22 0,008  21,48 F 
GB0.8-20-RA05 20 16,0 17,6 13,5 5 4 8 12 - - 0,31 0,014  30,36 F 
GB0.8-20-RA04T 20 16,0 17,6 12,0 4 4 8 12 M3 4 0,31 0,013  25,50 F 
GB0.8-24-RA05T 24 19,2 20,8 16,0 5 4 8 12 M4 4 0,40 0,021  37,74 F 
GB0.8-25-RA05 25 20,0 21,6 17,0 5 4 8 12 - - 0,43 0,024  37,38 F 
GB0.8-30-RA04T 30 24,0 25,6 20,0 4 4 8 12 M3 4 0,55 0,035  45,35 F 
GB0.8-30-RA05 30 24,0 25,6 20,0 5 4 8 12 - - 0,55 0,034  43,39 F 
GB0.8-40-RA05 40 32,0 33,6 20,0 5 4 8 12 - - 0,79 0,046  55,17 F 

Ingranaggio dritto ottone
Ottone CuZn39Pb3 Modulo

0,8

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prezzo -12% Su richiesta
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-  Ingranaggio dritto 
dentatura JIS classe 8 
(JISB1702-1:1998)

- Angolo di pressione 20°
- M ateriale: 

Ottone CuZn39Pb3 (C6304)

.Info.
- *Coppia (bending strength) G

E F
J

ØA

ØT

ØM ØP ØD

Dimensioni in mm

ØA Prezzo
Z ØP ØD ØM alesaggio Coppia* Massa unit.

Codice denti primitivo esterno mozzo (H7) E F G ØT J (Nm) (kg) da 1 a 5
GB1-16-RA05T 16 16 18 12 5 6 8 14 M4 4 0,52 0,015  43,35 F 
GB1-18-RA06T 18 18 20 15 6 6 8 14 M4 4 0,62 0,021  44,75 F 
GB1-20-RA06T 20 20 22 16 6 6 8 14 M4 4 0,73 0,026  46,50 F 
GB1-22-RA06T 22 22 24 18 6 6 8 14 M4 4 0,83 0,033  30,20 F 
GB1-24-RA06T 24 24 26 20 6 6 8 14 M4 4 0,94 0,040  30,75 F 
GB1-30-RA06T 30 30 32 25 6 6 8 14 M4 4 1,28 0,065  63,01 F 
GB1-40-RA06T 40 40 42 28 6 6 8 14 M4 4 1,86 0,100  91,87 F 

Ingranaggio dritto ottone
Ottone CuZn39Pb3Modulo

1,0

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prezzo -12% Su richiesta
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Per superfici irregolari DCA
Ventose 1,5 soffietti

Ød

A
H

ØD
da DCA05 a DCA16 da DCA20 a DCA43

Ød

A
H

ØD 50+
-5%

150+
-15%

200+
Su richiesta

1+
Prezzo

Qtà
Sc.

SCONTI PER QUANTITÀ
100+
-10%

Gomma 

naturale Nitrile

Silicone

- Ventose per presa
-  M ateriale: 

Nitrile (NBR) colore nero 
Silicone (SI) transparente 
Gomma naturale (NR) colore grigio

.Applicazione.
-  Per presa di pezzi a superficie irregolare

Inserto Prezzo unit.
Codice ØD H Ød A corrispondente da 1 a 49
 Nitrile
DCA05-NBR 5,5 11,1 4 8,0 TM5M5 4  6,87 F 
DCA11-NBR 11,0 16,0 4 10,5

CTM10M5

4  5,95 F 
DCA14-NBR 13,0 15,8 4 11,0 -  6,19 F 
DCA16-NBR 16,0 19,0 4 10,5 -  6,66 F 
DCA20-NBR 19,0 15,8 4 10,5 4  6,50 F 
DCA22-NBR 22,0 19,5 4 11,0 -  6,76 F 
DCA25-NBR 24,0 23,0 4 16,5 -  7,37 F 
DCA33-NBR 33,0 28,0 8 16,5 SCR30M6 -  7,44 F 
DCA43-NBR 43,0 28,0 8 15,5 4  8,04 F 

 Silicone
DCA05-SI 5,5 11,1 4 8,0 TM5M5 -  11,90 F 
DCA11-SI 11,0 16,0 4 10,5

CTM10M5

4  7,36 F 
DCA14-SI 13,0 15,8 4 11,0 -  7,95 F 
DCA16-SI 16,0 19,0 4 10,5 4  7,95 F 
DCA20-SI 19,0 15,8 4 10,5 4  7,95 F 
DCA22-SI 22,0 19,5 4 11,0 4  7,95 F 
DCA25-SI 24,0 23,0 4 16,5 4  8,21 F 
DCA33-SI 33,0 28,0 8 16,5 SCR30M6 4  9,12 F 
DCA43-SI 43,0 28,0 8 15,5 4  9,23 F 

 Gomma naturale
DCA11-NR 11,0 16,0 4 10,5

CTM10M5

-  5,95 F 
DCA14-NR 13,0 15,8 4 11,0 -  6,19 F 
DCA16-NR 16,0 19,0 4 10,5 -  8,88 F 
DCA20-NR 19,0 15,8 4 10,5 4  8,48 F 
DCA22-NR 22,0 19,5 4 11,0 -  12,38 F 
DCA25-NR 24,0 23,0 4 16,5 -  6,76 F 
DCA33-NR 33,0 28,0 8 16,5 SCR30M6 -  9,45 F 
DCA43-NR 43,0 28,0 8 15,5 4  8,40 F 

*Nei limiti delle disponibilità - Dimensioni in mm

Stock*



www.ctmeca.com Tel. +(39) 011 760 95 05182 info2@ctmeca.comTel. +(39) 011 760 95 05 183aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

Per superfici irregolari e cilindricheDCG
Ventose 2,5 soffietti

Ød

A
H

ØD

- Ventose per presa
-  M ateriale: 

Nitrile (NBR) colore nero 
Silicone (SI) transparente 
Gomma naturale (NR) colore grigio

.Applicazione.
-  Per presa di pezzi a superficie irregolare
-  I soffietti permettono una presa più flessibile, più rapida. 

Inoltre compensano le differenze d’altezza
Ød

A
H

ØD

da DCG07C a DCG25 da DCG30 a DCG60
50+
-5%

150+
-15%

200+
Su richiesta

1+
Prezzo

Qtà
Sc.

SCONTI PER QUANTITÀ
100+
-10%

Inserto Prezzo unit.
 Codice ØD H Ød A corrispondente da 1 a 49
 Nitrile
DCG07C-NBR 7,0 14,2 4,0 10,0

CTM10M5

-  6,22 F 
DCG10-NBR 9,0 15,0 5,0 12,0 4  5,63 F 
DCG15-NBR 15,2 22,0 5,0 12,0 4  6,50 F 
DCG18-NBR 17,5 23,0 5,0 13,0 -  6,76 F 
DCG20-NBR 20,0 23,0 5,0 13,0 -  6,76 F 
DCG25-NBR 25,0 33,0 4,5 19,34 -  6,76 F 
DCG30-NBR 32,0 37,5 8,0 23,0 -  7,36 F 
DCG40-NBR 42,0 46,0 8,0 24,0 SCR30M6 -  8,61 F 
DCG60-NBR 62,0 55,0 8,0 28,0 -  11,65 F 

 Silicone
DCG07C-SI 7,0 14,2 4,0 10,0

CTM10M5

-  7,95 F 
DCG10-SI 9,0 15,0 5,0 12,0 4  7,03 F 
DCG15-SI 15,2 22,0 5,0 12,0 4  7,95 F 
DCG18-SI 17,5 23,0 5,0 12,0 4  7,95 F 
DCG20-SI 20,0 23,0 5,0 13,0 4  8,21 F 
DCG25-SI 25,0 33,0 4,5 19,34 4  8,21 F 
DCG30-SI 32,0 37,5 8,0 23,0 4  12,18 F 
DCG40-SI 42,0 46,0 8,0 24,0 SCR30M6 4  10,80 F 
DCG60-SI 62,0 55,0 8,0 28,0 4  13,90 F 

 Gomma naturale
DCG07C-NR 07,0 14,2 4,0 10,0

CTM10M5

-  7,72 F 
DCG10-NR 09,0 15,0 5,0 12,0 -  11,35 F 
DCG15-NR 15,2 22,0 5,0 12,0 -  6,50 F 
DCG18-NR 17,5 23,0 5,0 12,0 -  6,76 F 
DCG20-NR 20,0 23,0 5,0 13,0 -  11,76 F 
DCG25-NR 25,0 33,0 4,5 19,34 -  14,13 F 
DCG30-NR 32,0 37,5 8,0 23,0 -  7,36 F 
DCG40-NR 42,0 46,0 8,0 24,0 SCR30M6 -  15,52 F 
DCG60-NR 62,0 55,0 8,0 28,0 4  17,41 F 

Gomma 

naturale Nitrile

Silicone

*Nei limiti delle disponibilità - Dimensioni in mm

Stock*
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Per superfici piane DFG
Ventosa piatta

- Ventose per presa
-  M ateriali: 

Nitrile (NBR) colore nero 
Silicone (SI) transparente

.Applicazione.
-  Ideale per prese di precisione del carico
-  Da utilizzare solo su superfici piane

ØD

E

F
ØA

da DFG05A a DFG10A

J

ØB H

G

C

da DFG15 a DFG50

ØD

ØB

H

ØA

E

F ØC

H

50+
-5%

150+
-15%

200+
Su richiesta

1+
Prezzo

Qtà
Sc.

SCONTI PER QUANTITÀ
100+
-10%

*Nei limiti delle disponibilità - Dimensioni in mm

Nitrile

Silicone

Inserto Prezzo unit.
 Codice ØA ØB ØC ØD E F G H J corrispondente da 1 a 49
 Nitrile
DFG05A-NBR 5,0 4,0 1,4 7,5 6,5 0,8 4 2,0 6

TM5M5
-  5,50 F 

DFG06A-NBR 6,0 4,0 2,0 7,5 6,5 0,8 4 2,0 6 -  5,79 F 
DFG08A-NBR 8,0 4,0 2,0 8,0 7,0 1,2 4 2,0 6 -  5,79 F 
DFG10A-NBR 10,0 4,0 2,0 8,5 7,5 1,5 4 2,0 6 -  5,98 F 
DFG15-NBR 15,0 4,0 2,0 9,0 8,0 2,0 4 2,0 6 SCR15M5 -  6,61 F 
DFG20-NBR 20,0 6,0 11,0 15,0 12,5 2,3 - 7,0 - SCR20M5 4  4,42 F 
DFG25-NBR 25,0 6,0 11,0 16,0 14,0 3,0 - 7,0 -

SCR20BM6
-  4,06 F 

DFG30-NBR 30,0 6,0 11,0 14,0 12,0 2,0 - 7,0 - 4  4,23 F 
DFG40-NBR 40,0 6,0 11,0 21,0 14,0 4,0 - 7,0 - 4  6,65 F 
DFG50-NBR 50,0 8,0 20,0 27,0 15,0 3,5 - 7,0 - SCR50M6 -  8,82 F 
 Silicone
DFG05A-SI 5,0 4,0 1,4 7,5 6,5 0,8 4 2,0 6

TM5M5
-  4,30 F 

DFG06A-SI 6,0 4,0 2,0 7,5 6,5 0,8 4 2,0 6 -  7,37 F 
DFG08A-SI 8,0 4,0 2,0 8,0 7,0 1,2 4 2,0 6 -  6,14 F 
DFG10A-SI 10,0 4,0 2,0 8,5 7,5 1,5 4 2,0 6 4  4,87 F 
DFG15-SI 15,0 4,0 2,0 9,0 8,0 2,0 4 2,0 6 SCR15M5 4  5,81 F 
DFG20-SI 20,0 6,0 11,0 15,0 12,5 2,3 - 7,0 - SCR20M5 4  5,63 F 
DFG25-SI 25,0 6,0 11,0 16,0 14,0 3,0 - 7,0 -

SCR20BM6
-  5,21 F 

DFG30-SI 30,0 6,0 11,0 14,0 12,0 2,0 - 7,0 - 4  7,12 F 
DFG40-SI 40,0 6,0 11,0 24,0 14,0 4,0 - 7,0 - -  7,71 F 
DFG50-SI 50,0 8,0 20,0 27,0 15,0 3,5 - 7,0 - SCR50M6 -  12,26 F 

Stock*



www.ctmeca.com Tel. +(39) 011 760 95 05184 info2@ctmeca.comTel. +(39) 011 760 95 05 185aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

Snap-onTM
CTM
CTF

Suction cup threaded insert

-  Threaded insert for suction cup
-  Material: nickel brass Female

Male

*Depending on availability - Dimensions in mm

A/F
H

ØMØM

H

Assembly diagram Female Male Typical assembly

TM5M5 M5 12,0 8 male DFG05A, DFG06A, DFG08A, DFG10A, DCA05 4  2,49 F 
CTM10M5 M5 13,5 13 male DCA11, DCA14, DCA16, DCA22, DCA25, 4  2,49 F 
CTM10G18 1/8» 19,5 13 male DCG05C, DCG07C, DCG10, DCG12, DCG15, 4  3,50 F 
CTF10G18 1/8» 18,5 13 femelle DCG18, DCG20, DCG25 4  3,24 F 

DISCOUNTS
Qty 1+ 50+ 100+ 150+ 200+

Disc. List -5% -10% -15% On request

 Part number ØM H A/F
Price each

1 to 49For suction cuptype Stock*
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Socket screw SCR
ADAG

Suction cup threaded insert

- �Material: nickel brass

Insert socket head

Adaptor

type

Socket screw insert

Adaptor

Assembly diagram

H

A/F
H

Female Male

ØM ØM

H

*Depending on availability - Dimensions in mm

SCR15M5 M5 9 DFG15 ADAG18M5F 4  4,06 F 
SCR20M5 M5 11 DFG20 ADAG18F5F 4  4,81 F 
SCR30M6 M6 19 DCA33, DCA43, DCG30,

DCG40, DCG60
ADAG18F6F,

4  2,70 F ADAG18M6F
SCR20BM6 M6 14 DFG25, DFG30, DFG40 ADAG14F6F 4  4,81 F 
SCR50M6 M6 17 DFG50 ADAG14M6F 4  6,74 F 

 Part number Ø H
Price each

1 to 49For suction cup For adaptor Stock*

ADAG18F6F 1/8» 14,0 13 female SCR30M6, 
SCR20BM6, 
SCR50M6

-  3,24 F 
ADAG14F6F 1/4» 17,5 17 female -  4,23 F 
ADAG18M6F 1/8» 13,0 13 male 4  3,24 F 
ADAG14M6F 1/4» 15,0 17 male 4  3,24 F 
ADAG18M5F 1/8» 13,0 13 male SCR15M5, SCR20M5 4  4,23 F 
ADAG18F5F 1/8» 14,0 13 female -  4,60 F 

DISCOUNTS
Qty 1+ 50+ 100+ 150+ 200+

Disc. List -5% -10% -15% On request

DISCOUNTS
Qty 1+ 50+ 100+ 150+ 200+

Disc. List -5% -10% -15% On request

 Part number ØM H A/F
Price each

1 to 49
For socket screw 

insert Stock*
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Technical information
Suction cups

A suction cup allows you to lift and move objects that differ in shape, size and weight by means 
of a vacuum. The Venturi phenomenon allows a vacuum to be created inside the cup lowering the 
internal atmospheric pressure by 30 to 98%, thus creating  a near vacuum.

The theoretical holding force (N) of a suction cup is calculated by multiplying the surface area of 
the suction cup by the decrease in pressure (%): 

Suction force (N) = suction cup surface area (cm2) x vacuum level (%) x 0.099366

To guarantee operational safety and to allow for movement and acceleration, safety coefficients 
should be applied, these are a Factor of 3 for horizontally applied suction cups and 5 for those 
vertically applied to allow for any sliding.
You will find the typical forces (N) of the suction cups at different vacuum rates (%) in the table 
below.

Example: for a 50mm diameter suction cup and a 90% vacuum, the theoretical suction force = 
175.5N = 17.5kg = 5.83kg (when FoS of 3 applied).

 Suction  cup Theoretical force (N) of the suction cup at vacuum level (%)
 diameter Surface
 (mm) cm2 10% 20% 30% 40% 50% 60% 70% 80% 90%

5 0,196 0,195 0,390 0,585 0,780 0,975 1,170 1,365 1,560 1,755
6 0,282 0,280 0,561 0,842 1,123 1,404 1,685 1,966 2,247 2,528
8 0,502 0,499 0,998 1,498 1,997 2,497 2,996 3,496 3,995 4,495

10 0,785 0,780 1,560 2,341 3,121 3,902 4,682 5,462 6,243 7,023
15 1,767 1,755 3,511 5,267 7,023 8,779 10,53 12,29 14,04 15,80
20 3,141 3,121 6,243 9,365 12,48 15,60 18,73 21,85 24,97 28,09
25 4,908 4,877 9,755 14,63 19,51 24,38 29,26 34,14 39,02 43,89
30 7,068 7,023 14,04 21,07 28,09 35,11 42,14 49,16 56,19 63,21
35 9,621 9,560 19,12 28,68 38,24 47,80 57,36 66,92 76,84 86,04
40 12,56 12,48 24,97 37,46 49,94 62,43 74,92 87,40 99,89 112,3
50 19,63 19,51 39,02 58,53 78,04 97,55 117,0 136,5 156,0 175,5
60 28,27 28,09 56,19 84,28 112,3 140,4 168,5 196,6 224,7 252,8

Working Shore
Materials temperature C° hardness Colour Information
NBR = Nitrile -30 to +110 55 ±5 black Most common
SI = Silicone -30 to +220 55 ±5 translucent

Resistant to high and low 
temperatures, suitable for 

food prep.
NR =  
Natural rubber -25 to +90 50 ±5 grey Good friction, resistance  

and very supple

Materials
NBR = Nitrile 4 5 4 4 4 4 4 5 6 2 4 4
SI = Silicone 5 4 5 4 5 4 6 4 6 3 3 3
NR = natural rubber 4 3 4 2 2 2 3 3 3 1 2 2
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Load carrying ball transfer units

.Principe.
Ball transfer units are multidirectional handling systems used in applications in many diverse 
industrial sectors in order to move heavy and bulky loads with reduced effort.  
Their main applications are packaging lines, machines for machining, bending or stamping 
sheet metal or conveyors, but many other applications are possible.
The load-bearing balls consist of a metal or plastic body, in which is placed a main ball, supported 
by other smaller balls to eliminate friction.

Introduction

.Avantages.
Stamped sheet metal ball transfer units are preferred for light load applications. 
They allow good fluid movement of the load at a reasonable final cost.
Ball transfer units with machined housings are used for heavy loads or where there is the risk  
of collisions.

drain hole

body

flange

ball bearings

main ball

seal

cap
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Per carico leggero
Sfera portante alta sporgenza
BPLF
-  Sfera portante per la movimentazione,  

lamiera stampata con flangia di fissaggio
- Montaggio in superficie
- Con 2 o 4 fori di fissaggio per viti o rivetti
  (Il codice BPFL25-55-2F comprende 2 scanalature 
  al posto di 2 fori per accogliere differenti 
  interassi)
- Per carico leggero
- Struttura in lamiera stampata
- Orientamento: orizzontale e sfera verso l’alto
- Velocità massima: 1m/s
- T°. d’utilizzo: da -20 a +70°C
- M  ateriali: 

BPLF: corpo in acciaio zincato e sfere in acciaio 
BPLF/SS: corpo in acciaio inox e sfere  
in acciaio inox 420

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+ 40+ 60+
Sc. Prezzo -10% -15% -20% Su richiesta

ØA

C

B

F

D

E

ØDW

Capacità
Ødw di carico Massa Prezzo unit.

Codici sfera ØA B C D E F (kg) (kg) 1 a 5
Corpo acciaio / sfere acciaio
BPLF25-45-2F 25,4 45,0 30,4 6,3 69 x 51 55,9 - 

60,3 
Scanalatura 
2 x 5,5 x 7,7 55 0,155 4  7,53 F 

BPLF38-67-4 38,1 66,9 46,2 9,8 76,2 x 
76,2 

62,7 x 
62,7 4 x Ø7,1 115 0,520 -  22,79 F 

Corpo inox / sfere inox
BPLF25-45-2F/SS 25,4 45,0 30,4 6,3 69 x 

51 
55,9 - 
60,3 

Scanalatura
2 x 5,5 x 7,7 55 0,151 4  19,64 F 

Stock*

*Nei limiti delle disponibilità - Dimensioni in mm
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Per carico leggero
Sfera portante con flangia

BPL
-  Sfera portante per la movimentazione in lamiera 

stampata
- Con 2 fori di fissaggio per viti o rivetti
- Per carico leggero
- Struttura in lamiera stampata
- Con foro di drenaggio e guarnizione in feltro
- Orientamento: orizzontale e sfera verso l’alto
- Velocità massima: 1m/s
- T°. d’utilizzo: da -20 a +70°C
- M       ateriali: 

 BPL: corpo in acciaio zincato e sfere in acciaio 
BPL/SS: corpo in acciaio inox e sfere in acciaio 
inox 420

.Vantaggi.
-  Ideale per le piccole applicazioni  

con ingombro ridotto

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+ 40+ 60+
Sc. Prezzo -10% -15% -20% Su richiesta

ØA

F

E

C
B

ØD

ØG

H

ØDW

Capacità Prezzo
Ødw di carico Massa unit.

Codici sfera ØA B C ØD E F ØG ØH (kg) (g) 1 a 5
Corpo acciaio / sfere acciaio
BPL15-41 15,0 41,0 10,8 5,0 24,0 8,5 3,2 30,0 2 x 3,4 15 0,045 4  5,46 F 
BPL19-61 19,0 61,0 10,0 3,2 29,1 12,0 3,2 44,5 2 x 5,1 25 0,090 4  5,32 F 
BPL25-73 25,4 73,0 14,2 6,3 37,2 15,8 3,5 55,6 2 x 5,1 55 0,170 4  7,19 F 
BPL25-56 25,0 56,0 14,6 7,8 36,0 15,4 3,3 45,0 2 x 4,0 60 0,125 4  7,71 F 
BPL32-73 32,0 73,7 16,2 8,0 45,5 19,9 4,2 58,7 2 x 5,1 125 0,269 4  11,86 F 
Corpo inox / sfere inox
BPL19-61/SS 19,0 61,0 10,0 3,2 29,1 12,0 3,2 44,5 2 x 5,1 25 0,086 4  13,41 F 
BPL25-73/SS 25,4 73,0 14,2 6,3 37,2 15,8 3,5 55,6 2 x 5,1 55 0,172 -  19,41 F 
BPL32-73/SS 32,0 73,7 16,2 8,0 45,5 19,9 4,2 58,7 2 x 5,1 125 0,256 4  26,70 F 

Stock*

*Nei limiti delle disponibilità - Dimensioni in mm
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Plastic
Flange mounting ball transfer unit
BPPE
-  Plastic ball mounting ball transfer unit
- Push fit for rapid installation & replacement where 
  only single-sided access to the mounting surface 
  is available
- Clips compensate for irregularities in seat bore diameter
- Max. speed: 1m/s
- Working temperature range: -20 to +70°C
- Materials:
    Acetal body and balls (POM)

 Advantages.
- Resists salt water and chemical attacks
- Non-conductive and non-magnetic
- Suitable for antimicrobial applications
- For use in chemical, pharmaceutical and medical applications

 Accessory.
-  BPHFclip, clip for ball transfer unit 

(p.197)

*Depending on availability. All dimensions in mm. 

DISCOUNTS
Qty 1+ 6+ 20+ 40+ 60+

Disc. Net -10% -15% -20% On request

ØD

E

ØA

B
C

Ødw

Carrying
Ødw capacity Weight Price each

Part number ball ØA B C ØD E (kg) (g) Stock* 1 to 5
BPPE15-24/PP 15 24 8,0 4,8 30 20,0 7 0,010 4  24,08 F 
BPPE22-36/PP 22 36 9,8 4,5 45 30,5 10 0,035 4  36,11 F 
BPPE30-45/PP 30 45 13,8 5,8 55 37,0 15 0,065 4  43,00 F 
BPPE45-62/PP 45 62 19,0 8,5 75 53,5 20 0,182 -  95,27 F 
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Per carico leggero
Sfera portante a incastro

BPLE
-  Sfera portante per la movimentazione in lamiera stampata
- Tenuta a pressione per una rapida installazione/sostituzione 
  in caso di accesso a un solo lato della superficie di montaggio
- Per carico leggero
- Struttura in lamiera stampata
- Con foro di drenaggio e guarnizione in feltro.
- Orientamento: orizzontale e sfera verso l’alto
- Velocità massima: 1m/s
- T°. d’utilizzo: da -20 a +70°C
- M ateriali: 
      BPL: corpo in acciaio zincato e sfere in acciaio 

BPL/SS: corpo in acciaio inox e sfere in acciaio inox 420

 Vantaggi.
-  Compensa le irregolarità del diametro del calibro  

della sede grazie agli anelli di fissaggio

Accessori.
-  Annello di fissaggio  

BPHFclip  (p. 197)

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+ 40+ 60+
Sc. Prezzo -10% -15% -20% Su richiesta

ØD

E

ØA

F

C
B

In opzione

ØDW

Capacità Prezzo
Ødw di carico Massa unit.

Codici sfera ØA B C ØD E F (kg) (g) Stock* 1 a 5
Corpo acciaio / sfere acciaio
BPLE15-24 15 24 9,5 4,6 31 21,0 2,8 60 0,041 4  4,69 F 
BPLE22-36 22 36 9,8 3,9 45 29,5 2,9 160 0,128 4  8,62 F 
BPLE30-45 30 45 13,8 6,8 55 37,0 3,6 280 0,253 4  13,01 F 
BPLE45-62 45 62 19,0 9,0 75 53,5 4,0 600 0,720 -  63,08 F 
Corpo inox / sfere inox
BPLE15-24/SS 15 24 9,5 4,6 31 21,0 2,8 40 0,039 4  14,49 F 
BPLE22-36/SS 22 36 9,8 3,9 45 29,5 2,9 90 0,125 4  25,12 F 
BPLE30-45/SS 30 45 13,8 6,8 55 37,0 3,6 200 0,271 4  56,09 F 
BPLE45-62/SS 45 62 19,0 9,0 75 53,5 4,0 260 0,710 -  152,24 F 

*Nei limiti delle disponibilità - Dimensioni in mm
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Per carico forte
Sfera portante a incastro con flangia
BPHF
- Sfera portante per la movimentazione corpo massiccio
- Per carico forte
- Corpi e calotte lavorati
- Lubrificazione a vita
- Orientamento: orizzontale e sfera verso l’alto
- Foro di drenaggio unico
- Velocità massima: 1,5 m/s
- T°. d’utilizzo: da -30 a +100°C
- Materiali:
     BPHF: corpo in acciaio zincato e sfere in acciaio
     al cromo 
      BPHF/AS: corpo in acciaio zincato e sfera in acciaio 

inox 420
      BPHF-SS: corpo, componenti in acciaio inox e sfere in 

acciaio inox 420

 .Vantaggi.
-  Buona resistenza agli urti
-   Compensa le irregolarità 
   del diametro del calibro della  

sede    grazie agli anelli di fissaggio

 Accessorii
- Annello di fissaggio BPHFclip (p. 197)

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+ 40+ 60+
Sc. Prezzo -10% -15% -20% Su richiesta

ØD

E

A

C
B

Ødw

In opzione
BPHFclip

Capacità
Ødw di carico Massa Prezzo unit.

Codici sfera ØA B C ØD E (kg) (g) 1 a 5
Corpi acciaio / sfere acciaio
BPHF15-24 15 24 9,5 4,0 31 21,0 60 0,059 4  6,34 F 
BPHF22-36 22 36 9,8 3,8 45 30,5 180 0,189 4  12,38 F 
BPHF30-45 30 45 13,8 5,8 55 36,8 350 0,360 4  19,60 F 
BPHF45-62 45 62 19,0 9,0 75 53,5 600 1,010 4  63,42 F 
Corpi acciaio / sfere inox
BPHF15-24/AS 15 24 9,5 4,0 31 21,0 50 0,059 4  7,91 F 
BPHF22-36/AS 22 36 9,8 3,8 45 30,5 180 0,188 4  13,72 F 
BPHF30-45/AS 30 45 13,8 5,8 55 36,8 350 0,357 4  24,04 F 
BPHF45-62/AS 45 62 19,0 9,0 75 53,5 600 1,000 -  83,48 F 
Corpi inox / sfere inox
BPHF15-24/SS 15 24 9,5 4,0 31 21,0 40 0,058 4  21,62 F 
BPHF22-36/SS 22 36 9,8 3,8 45 30,5 126 0,188 4  70,28 F 
BPHF30-45/SS 30 45 13,8 5,8 55 36,8 220 0,357 4  68,69 F 
BPHF45-62/SS 45 62 19,0 9,0 75 53,5 350 1,020 -  169,05 F 

Stock*

*Nei limiti delle disponibilità - Dimensioni in mm
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Per carico forte
Sfera portante fissaggio con perno filettato 

BPHT
-  Sfera portante per la movimentazione corpo massiccio
- Per carico forte
- Corpi e calotte lavorati
- Lubrificazione a vita
- Orientamento: orizzontale e sfera verso l’alto
- Foro di drenaggio unico
- Velocità massima: 1,5 m/s
- T°. d’utilizzo: da -30 a +100°C
- Materiali: 
      BPHF: corpi in acciaio zincato e sfere in acciaio  

al cromo 
      BPHF/AS: corpi in acciaio zincato e sfera in acciaio  

inox 420

.Vantaggi.
- Buona resistenza agli urti

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+ 40+ 60+
Sc. Prezzo -10% -15% -20% Su richiesta

ØF

E

B

C

ØA

D

ØDW

Capacità Prezzo
Ødw di carico Massa unit.

Codici sfera ØA B C D E ØF (kg) (kg) 1 a 5
Corpo acciaio / sfere acciaio
BPHT15-25 15 25 46 26,0 5 20,0 M8x1,25 60 0,083 4  14,54 F 
BPHT22-36 22 36 62,9 37,5 4,5 25,4 M12 x 1,75 180 0,256 4  22,73 F 
BPHT30-45 30 45 69,2 43,8 6,5 25,4 M12 x 1,75 350 0,440 4  29,05 F 
BPHT45-62 45 62 107,3 66,0 8,5 41,3 M20 x 2,5 600 1,360 -  105,24 F 
Corpo acciaio / sfere inox
BPHT15-25/AS 15 25 46 26,0 5 20,0 M8x1,25 50 0,083 4  15,31 F 
BPHT22-36/AS 22 36 62,9 37,5 4,5 25,4 M12 x 1,75 180 0,256 4  24,04 F 
BPHT30-45/AS 30 45 69,2 43,8 6,5 25,4 M12 x 1,75 350 0,430 4  31,69 F 
BPHT45-62/AS 45 62 107,3 66,0 8,5 41,3 M20 x 2,5 600 1,350 -  128,01 F 

Stock*

*Nei limiti delle disponibilità - Dimensioni in mm
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Per carico forte
Sfera portante a incastro cilindrico
BPH
-  Sfera portante per la movimentazione  

corpo massiccio
- Per carico forte
- Corpo e calotte lavorati
- Lubrificazione a vita
- Orientamento: orizzontale e sfera verso l’alto
- Foro di drenaggio unico
- Velocità massima: 1,5 m/s
- T°. d’utilizzo: da -30 a +100°C
- Materiali:
     BPH: corpo in acciaio zincato e sfere in acciaio 
     al cromo 
      BPH/AS: corpo in acciaio zincato e sfera in acciaio 

inox 420

.Vantaggi.
- Buona resistenza agli urti

Capacità
ØDW di carico Peso Prezzo unit.

Codici sfera ØA B C D (kg) (g) 1 a 5
Corpo acciaio / sfere acciaio
BPH15-24 15 24 20,0 15,0 5,0 60 0,049  9,49 F 
BPH22-36 22 36 30,5 26,0 4,5 180 0,177  12,39 F 
BPH30-45 30 45 36,8 30,3 6,5 350 0,335  18,50 F 
BPH45-62 45 62 53,5 45,0 8,5 600 0,940  55,47 F 
Corpo acciaio / sfere inox
BPH15-24/AS 15 24 20,0 15,0 5,0 50 0,048  11,59 F 
BPH22-36/AS 22 36 30,5 26,0 4,5 180 0,178  14,80 F 
BPH30-45/AS 30 45 36,8 30,3 6,5 350 0,338  21,37 F 
BPH45-62/AS 45 62 53,5 45,0 8,5 600 0,970  81,88 F 
Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+ 40+ 60+
Sc. Prezzo -10% -15% -20% Su richiesta

ØA

B

D

C

Ødw



www.ctmeca.com Tel. +(39) 011 760 95 05194 info2@ctmeca.comTel. +(39) 011 760 95 05 195aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

For heavy loads
Spring loaded ball transfer unit

BPHRF
-  Ball transfer unit with solid body
- For heavy loads
- Machined bodies and covers
- Lubricated for life
- Orientation: horizontal with ball upwards
- Unique drainage hole
- Max. speed: 1.5m/s
- Working temperature range: -30 to +100°C
- Materials:
     Galvanised steel body and chromed steel balls 

 Advantages.
- Good resistance to shocks

Carrying
capacity

(kg)

Load
at max 

deflection
Ødw Price each

Part number ball ØA B ØC D E Deflection 1 to 5
BPHRF22-39 22 39,0 58,0 50 14,0 53,5 70 4,5 90  87,15 F 
BPHRF30-48 30 48,5 70,0 62 17,5 63,0 135 7,0 170  137,37 F 
BPHRF45-66 45 66,5 100,5 85 25,5 90,0 230 10,5 290  179,63 F 
All dimensions in mm

DISCOUNTS
Qty 1+ 6+ 20+ 40+ 60+

Disc. Net -10% -15% -20% On request

Deflection

A
C

BE

Ødw

D
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For heavy loads
Spring loaded ball transfer unit
BPHR
-  Ball transfer unit with solid body
- For heavy loads
- Machined bodies and covers
- Lubricated for life
- Orientation: horizontal with ball upwards
- Unique drainage hole
- Max. speed: 1.5m/s
- Working temperature range: -30 to +100°C
- Materials:
     Galvanised steel body and chromed steel balls

.Advantages.
- Good resistance to shocks

All dimensions in mm

Carrying 
capacity

(kg)

Load at max 
deflection 

(kg)
Ødw Price each

Part number ball ØA B ØC D E Deflection 1 to 5
BPHR12-24 12,7 23,9 30 24,5 28,5 10,5 40 1,5 90  70,96 F 
BPHR16-30 15,8 29,9 36 30,5 34,5 10,5 60 1,5 110  101,66 F 
BPHR25-40 25,4 39,8 48 40,5 46,5 10,5 100 1,5 175  127,23 F 
BPHR30-50 30,0 49,9 60 50,5 58,5 12,3 335 1,5 585  258,29 F 

DISCOUNTS
Qty 1+ 6+ 20+ 40+ 60+

Disc. Net -10% -15% -20% On request

Deflection

D

A

C

EB

Ødw
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Easy mounting
Clip for ball transfer unit

BPHFclip

-  Mounting clip for barrel shaped ball transfer units
- Compensates for irregularities in size and diameter
- Ideal for where there is only access to one side 
  of the mounting surface
- When using mounting clips, the diameter and height will 
  change. For effective retention, a plate thickness of at least 
  3 mm is required

.Mounting.
- 1 Install the clip in the bore
- 2 Push the ball unit through the clip
- 3 The external tabs extend and grip the shaft of the supporting ball

.Accessori. 
- Sfere portanti (p.190-191-192)

Ø Bore Additional Price each
Part number ØA min/max height For ball unit 1 to 5
Steel clip
BPHF15-CLIP 24 25,0 - 25,5  +0,3 BPHF15 - BPLE15 - BPPE15 4  1,82 F 
BPHF22-CLIP 36 37,0 - 37,5  +0,3 BPHF22 - BPLE22 - BPPE22 4  2,15 F 
BPHF30-CLIP 45 46,0 - 46,5  +0,3 BPHF30 - BPLE30 - BPPE30 4  2,21 F 
BPHF45-CLIP 62 63,0 - 63,5  +0,3 BPHF45 - BPLE45- BPPE45 -  2,56 F 
Stainless steel fixing clip
BPHF15-CLIP/SS 24 25,0 - 25,5  +0,3 BPHF15 - BPLE15 - BPPE15 -  2,25 F 
BPHF22-CLIP/SS 36 37,0 - 37,5  +0,3 BPHF22 - BPLE22 - BPPE22 -  2,51 F 
BPHF30-CLIP/SS 45 46,0 - 46,5  +0,3 BPHF30 - BPLE30 - BPPE30 -  3,46 F 

Typical application

ØA

DISCOUNTS
Qty 1+ 6+ 20+ 40+ 60+

Disc. Net -10% -15% -20% On request
in stock*

Otherwise contact us

*Depending on availability - Dimensions in mm

3mm
mini

Stock*
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-  Ruota di tipo semi-industriale costituita da una 
fascia in gomma piena semi-elastica

- M ateriale: 
Fascia in gomma, colore grigio, vulcanizzata 
85° shore 
 Corpo centrale in polipropilene

- Mozzo liscio 
- T°. d’utilizzo: -20 °C a +60 °C

.Vantaggi.
- Ruota morbida e silenziosa 
- Assorbe gli urti e le vibrazioni
- Non danneggia i pavimenti

Carico medio fino a 120 kg
Ruota con fascia in gomma grigia
RBG

Carico Prezzo unit.
Codice ØD B C ØA ammesso (kg) 1 a 9
RBG50-22/ML 50 22 28 8 40 4  1,79 F 
RBG60-24/ML 60 24 28 8 50 4  2,29 F 
RBG80-23/ML 80 23 28 8 65 4  3,61 F 
RBG100-26/ML 100 26 28 8 75 4  4,28 F 
RBG100-32/ML 100 32 34 10 100 -  5,43 F 
RBG125-32/ML 125 32 34 10 120 -  6,71 F 

SCONTI PER QUANTITÀ
Qtà 1+ 10+ 30+
Sc. Prezzo -5% Su richiesta

B C ØAØD

Assorbe il rumore

Stock*

*Nei limiti delle disponibilità - Dimensioni in mm
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-  Ruota con supporto girevole di tipo semi-industriale 
con foro centrale 

- Sistema girevole garantito da  due giri di sfere
-  Ruota con supporto girevole a doppio bloccaggio:  

il bloccaggio e lo sbloccaggio si ottengono mediante  
una pressione del piede sul pedale 

- Mozzo liscio
- M ateriale: 

Forcella: in lamiera d’acciaio stampata e zincata 
Ruota con fascia in gomma, colore grigio,  
vulcanizzata 85° shore (vedere RBG)

- T°. d’utilizzo: -20 °C a +60 °C

.Vantaggi.
- Morbida e silenziosa 
- Assorbe gli urti e le vibrazioni
- Antitraccia

.Accessori. 
- RBG (p.198)

Carico medio fino a 110 kg
Ruota con piastra

RBGPL

SCONTI PER QUANTITÀ
Qtà 1+ 10+ 30+
Sc. Prezzo -5% Su richiesta

B H

ØT ØK

ØD

Supporto 

girevole

Diametro Carico
d’ingombro ammesso Prezzo unit.

Codice ØD B H L M ØT ØK (kg) 1 a 9
Supporto fisso
RBG50/PL/F 50 22 76 67x52 50x36 6 - 45 4  3,72 F 
RBG60/PL/F 60 24 85 67x52 50x36 6 - 55 4  3,99 F 
RBG80/PL/F 80 23 106 65x54 50x36 6 - 65 4  5,21 F 
RBG100/PL/F 100 26 122 67x60 46x46 6 - 75 4  7,00 F 
RBG125/PL/F 125 32 157 95x68 73x44 8 - 110 4  13,69 F 
Supporto girevole
RBG50/PL/P 50 22 76 64x48 50x36 6 98 45 4  4,96 F 
RBG60/PL/P 60 24 85 64x48 50x36 6 110 55 4  5,87 F 
RBG80/PL/P 80 23 106 64x48 50x36 6 138 65 4  7,52 F 
RBG100/PL/P 100 26 123 64x48 50x36 6 166 75 4  9,03 F 
RBG125/PL/P 125 32 161 90x70 70x50 8 216 110 4  17,33 F 
Supporto girevole a doppio bloccaggio
RBG50/PL/PDB 50 22 76 64x48 50x36 6 172 45 4  6,90 F 
RBG60/PL/PDB 60 24 85 64x48 50x36 6 172 55 4  7,35 F 
RBG80/PL/PDB 80 23 106 64x48 50x36 6 188 65 4  9,23 F 
RBG100/PL/PDB 100 26 123 64x48 50x36 6 188 75 4  10,78 F 
RBG125/PL/PDB 125 32 161 90x70 70x50 8 220 110 4  19,25 F 

ML

Stock*

*Nei limiti delle disponibilità - Dimensioni in mm
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-  Ruota con supporto girevole di tipo semi-industriale 
con foro centrale 

-  Sistema girevole garantito da due giri di sfere
-  Ruota con supporto girevole a doppio bloccaggio:  

il bloccaggio e lo sbloccaggio si ottengono 
mediante una pressione del piede sul pedale

- Mozzo liscio
- M  ateriale: 

Forcella: in lamiera d’acciaio stampata  
e zincata 
Ruota con fascia in gomma, colore grigio, 
vulcanizzata 85° shore (vedere RBG p. 198)

- T°. d’utilizzo: -20 °C a +60 °C

.Vantaggi.
- Morbida e silenziosa 
- Assorbe gli urti e le vibrazioni
- Antitraccia

Carico medio fino a 110 kg
Ruota con foro centrale
RBGtc

Diametro Carico
d’ingombro ammesso Prezzo unit.

Codice ØD B H ØE ØK (kg) 1 a 9
Supporto girevole
RBG50/TC/P 50 22 76 10 98 45 4  4,67 F 
RBG60/TC/P 60 24 85 10 110 55 4  5,29 F 
RBG80/TC/P 80 23 105 10 138 65 4  6,80 F 
RBG100/TC/P 100 26 121 10 166 75 4  8,30 F 
RBG125/TC/P 125 32 158 13 216 110 4  12,73 F 
Supporto girevole a doppio bloccaggio
RBG50/TC/PDB 50 22 76 10 172 45 4  6,90 F 
RBG60/TC/PDB 60 24 85 10 172 55 4  7,14 F 
RBG80/TC/PDB 80 23 105 10 188 65 4  8,56 F 
RBG100/TC/PDB 100 26 121 10 188 75 4  12,15 F 
RBG125/TC/PDB 125 32 158 13 220 110 4  17,81 F 

SCONTI PER QUANTITÀ
Qtà 1+ 10+ 30+
Sc. Prezzo -5% Su richiesta

B

H ØE ØK

ØD

Supporto 

girevole

*Nei limiti delle disponibilità - Dimensioni in mm

Stock*
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- Light coloured Polyamide wheel
- Smooth central bore
- Working temperature range: -30°C to +80°C

.Advantages. 
- Shock and abrasion resistant

- Does not stain floors 
- Does not mark floors
- Resists most chemical agents
- Low rolling resistance
- For solid and hard floors
-  Ideal for use in wet and dirty environments 

(fish markets, butcher shops, canneries)

For loads up to 600kg
Polyamide wheel

RPC

Maximum Price each
Part number ØD B C ØA load (kg) 1 to 9
RPC60-31/ML 60 31 40 12 200 4  2,50 F 
RPC80-32/ML 80 32 40 12 250 4  2,72 F 
RPC100-32/ML 100 32 40 12 300 4  3,77 F 
RPC100-35/ML 100 35 48 15 350 -  11,29 F 
RPC125-36/ML 125 36 50 15 350 -  6,88 F 
RPC125-41/ML 125 41 59 20 400 -  13,27 F 
RPC150-37/ML 150 37 49 15 400 -  9,96 F 
RPC160-40/ML 160 40 58 20 500 -  27,31 F 
RPC200-50/ML 200 50 58 20 600 -  29,65 F 

*Depending on availability -Dimensions in mm

DISCOUNTS
Qty 1+ 10+ 30+

Disc. List -5% On request

B C ØAØD

For smooth surfaces

Stock*
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For heavy loads up to 600kg
Polyamide castor with central hole, stainless steel
RPCTCSS

ØE ØK

B HØD

- Industrial wheel suitable for loads up to 600kg
- Swivel system uses two ball races
-  Swivel castor with double locks: 

simple to lock/unlock using foot operated pedal
- Smooth central bore
- M aterials: 

Top plate: pressed stainless steel sheet  
Polyamide wheel RPC (p.201) 
Working temperature range: - 30°C to + 80°C

.Advantages.
- Light
- Will not mark or stain floor
- Low rolling resistance
- For solid, hard floors
-  Ideal for use in wet and dirty environments 

(fish markets, butcher shops, canneries)

Swivel Max Price each
Part number ØD B H ØE interference ØK load (kg) 1 to 4
Swivel
RPC60/TC/P/SS 60 31 96 12 155 200  29,15 F 
RPC80/TC/P/SS 80 32 109 12 173 250  30,54 F 
RPC100/TC/P/SS 100 32 124 12 193 300  31,21 F 
RPC125/TC/P/SS 125 36 152 12 221 350  38,23 F 
RPC150/TC/P/SS 150 37 179 12 257 400  77,85 F 
RPC160/TC/P/SS 160 40 197 12,5 268 600  88,20 F 
RPC200/TC/P/SS 200 50 240 12,5 318 700  94,03 F 
Swivel with double brake
RPC80/TC/PDB/SS 80 32 109 12 173 250  39,86 F 
RPC100/TC/PDB/SS 100 32 124 12 193 300  42,01 F 
RPC125/TC/PDB/SS 125 36 152 12 221 350  49,28 F 
RPC150/TC/PDB/SS 150 37 179 12 257 400  100,19 F 
RPC160/TC/PDB/SS 160 40 197 12,5 268 600  107,58 F 
RPC200/TC/PDB/SS 200 50 240 12,5 318 700  120,27 F 

Stainless 

steel

DISCOUNTS
Qty 1+ 5+ 15+

Disc. List -5% On request

Swivel with 

double locks

Dimensions in mm
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- Industrial wheel suitable for loads up to 600kg
- Swivel system uses two ball races
-  Swivel castor with double locks:  simple to lock/unlock using 

foot operated pedal
- Smooth central bore
- M aterials: 

Top plate: pressed steel sheet, protected by bright zinc plating  
Polyamide wheel RPC (p.201) 
Working temperature range: - 30°C to + 80°C

.Advantages.
- Light
-  Will not mark or  

stain floor
- Low rolling resistance
- For solid, hard floors

For heavy loads up to 600kg
Polyamide castor with mounting plate

RPCPL

Swivel Max. Price
interference load each

Part number ØD B H L M ØT ØK (kg) 1 to 9
Fixed
RPC60/PL/F 60 31 100 110x85 80x60 8 - 200 -  8,25 F 
RPC80/PL/F 80 32 109 110x85 80x60 8 - 250 4  8,06 F 
RPC100/PL/F 100 32 126 110x85 80x60 8 - 300 4  8,34 F 
RPC125/PL/F 125 36 154 110x85 80x60 8 - 350 -  13,47 F 
RPC150/PL/F 150 37 182 110x85 80x60 8 - 400 -  18,38 F 
RPC160/PL/F 160 40 196 135x110 105x80 11 - 500 -  32,06 F 
RPC200/PL/F 200 50 241 135x110 105x80 11 - 600 -  37,99 F 
Swivel
RPC60/PL/P 60 31 100 110x85 80x60 8 140 200 -  11,43 F 
RPC80/PL/P 80 32 109 110x85 80x60 8 160 250 4  9,48 F 
RPC100/PL/P 100 32 126 110x85 80x60 8 184 300 4  9,72 F 
RPC125/PL/P 125 36 154 110x85 80x60 8 210 350 -  14,45 F 
RPC150/PL/P 150 37 182 110x85 80x60 8 246 400 -  23,01 F 
RPC160/PL/P 160 40 196 135x110 105x80 11 268 500 -  35,54 F 
RPC200/PL/P 200 50 241 135x110 105x80 11 318 600 -  40,63 F 
Swivel with double brake
RPC80/PL/PDB 80 32 109 110x85 80x60 8 290 250 4  12,49 F 
RPC100/PL/PDB 100 32 126 110x85 80x60 8 290 300 4  13,41 F 
RPC125/PL/PDB 125 36 154 110x85 80x60 8 290 350 4  18,60 F 
RPC150/PL/PDB 150 37 182 110x85 80x60 8 290 400 -  27,97 F 
RPC160/PL/PDB 160 40 196 135x110 105x80 11 268 500 -  39,76 F 
RPC200/PL/PDB 200 50 241 135x110 105x80 11 318 600 -  45,49 F 

*Depending on availability - Dimensions in mm

M ØT ØK

B H LØD

Fixed plate

DISCOUNTS
Qty 1+ 10+ 30+

Disc. List -5% On request

Stock*
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- Industrial wheel suitable for loads up to 600kg
- Swivel system uses two ball races
-  Swivel castor with double locks: 

simple to lock/unlock using foot operated pedal
- Smooth central bore
- M aterials: 

Top plate: pressed steel sheet, protected  
by bright zinc plating  
Polyamide wheel RPC (p.201) 
Working temperature range: - 30°C to + 80°C

.Advantages.
- Light
- Will not mark or stain floor
- Low rolling resistance
- For solid, hard floors

For heavy loads up to 600kg
Polyamide castor with central hole
RPCTC

*Depending on availability - Dimensions in mm

ØE ØK

B HØD

Swivel with 

double locks

DISCOUNTS
Qty 1+ 10+ 30+

Disc. List -5% On request
Swivel Max Price

Part number ØD B H ØE interference load (kg) each
ØK 1 to 9

Swivel
RPC60/TC/P 60 31 97 12 140 200 -  11,12 F 
RPC80/TC/P 80 32 106 12 160 250 4  12,04 F 
RPC100/TC/P 100 32 124 12 184 300 4  12,96 F 
RPC125/TC/P 125 36 152 12 210 350 -  17,57 F 
RPC150/TC/P 150 37 181 12 246 400 -  24,69 F 
RPC160/TC/P 160 40 189 12,5 268 500 -  49,94 F 
RPC200/TC/P 200 50 232 12,5 318 600 -  57,40 F 
Swivel with double brake
RPC80/TC/PDB 80 32 106 12 290 250 4  17,79 F 
RPC100/TC/PDB 100 32 124 12 290 300 4  18,67 F 
RPC125/TC/PDB 125 36 152 12 290 350 -  23,74 F 
RPC150/TC/PDB 150 37 181 12 290 400 -  31,19 F 
RPC160/TC/PDB 160 40 189 12,5 268 500 -  62,99 F 
RPC200/TC/PDB 200 50 232 12,5 318 600 -  65,35 F 

Stock*
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Ø12,5
10°

10
ØD1

TSR-ROND

ØD

H

A

B

A/F
Nut stainless steel
- UNI5589
- DIN936

TSR/TC

ØF

-  Threaded stem for swivel castor with 
central hole

- Material:
     Stem: Stainless steel 304
     Washer: Stainless steel 304

 Mounting.
-  Pass the ØF thread through the center 

hole of the castor plate and secure 
with a washer and a M12 lock nut (not 
supplied)

-  If necessary, the length A can be 
shortened by yourself.

-  The protection of the caster can be 
improved with the stainless steel 
protective washer TSR-ROND

 Accessories.
-  Swivel castor with central hole  

(p. 200 and 204)

For swivel caster with central hole
Stem support for caster

TSRtc

Price each
Part number ØD ØF A B H A/F ØD1 1 à 9
Threaded stem
TSR16-150/TC/SS M16x2 M12x1,75 37 150 171 13 -  18,70 F 
TSR16-200/TC/SS M16x2 M12x1,75 37 200 221 13 -  22,21 F 
TSR20-150/TC/SS M20x2,5 M12x1,75 37 150 172 17 -  24,73 F 
TSR20-200/TC/SS M20x2,5 M12x1,75 37 200 222 17 -  30,30 F 
TSR24-150/TC/SS M24x3 M12x1,75 37 150 172 20 -  32,31 F 
TSR24-200/TC/SS M24x3 M12x1,75 37 200 222 20 -  39,88 F 
Protective washer
TSR-ROND12-60/SS - - - - - 60  14,85 F 
TSR-ROND12-80/SS - - - - - 80  19,79 F 

DISCOUNTS
Qty 1+ 10+ 30+

Disc. List -5% On request

Dimensions in mm

Example of assembly with protective washer



www.ctmeca.com Tel. +(39) 011 760 95 05206 info2@ctmeca.comTel. +(39) 011 760 95 05 207aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

vendita  
di pezzi  

all' unità

porto 
franco

a partire da

100A* d'imp.

catalogo 

gratuito

sconti 
per 

quantità

su  
misura  

possibile

minimo 
d'ordine  

20A*

*Offerta soggetta a condizioni - Articoli < 1 metro

files
step, iges. . .

pagamento

sicuro

preventivi  
e ordini
rapidi

CtMeca
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Spazzola strip
Supporto rigido dritto 1 metro STRIP

1m
-  Per isolare la parte inferiore di porte,   

portoni e persiane avvolgibili
-  Concepita per impedire l'accesso di piccoli 

roditori
-  M ateriali:  

Montatura: alluminio anodizzato 
Spazzola: fibre in polipropilene nero  
con trattamento contro i raggi UV

.Opzioni.
-  Spazzola su misura

H

FH

C

E
B

Barra in  

alluminio

Su misura
possibile

*Nei limiti delle disponibilità - Dimensioni in mm

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 25+ 50+
Sc. Prezzo -10% -15% Su richiesta

Lunghezza Prezzo Unit.
Codice (mm) FH H B C E da 1 a 5
STRIP3-15-1000 1000 15 15 6,2 6,5 1,2 4  14,05 F 
STRIP3-20-1000 1000 20 15 6,2 6,5 1,2 4  15,13 F 
STRIP3-25-1000 1000 25 15 6,2 6,5 1,2 -  16,52 F 
STRIP5-25-1000 1000 25 25 8 8 1,2 4  17,11 F 
STRIP5-30-1000 1000 30 25 8 8 1,2 4  17,71 F 
STRIP5-40-1000 1000 40 25 8 8 1,2 4  20,87 F 
STRIP5-50-1000 1000 50 25 8 8 1,2 4  22,16 F 
STRIP8-40-1000 1000 40 50 13 13 2 4  26,89 F 
STRIP8-60-1000 1000 60 50 13 13 2 4  33,09 F 
STRIP8-80-1000 1000 80 50 13 13 2 4  37,44 F 
STRIP8-120-1000 1000 120 50 13 13 2 4  69,59 F 
STRIP8-150-1000 1000 150 50 13 13 2 4  80,40 F 

Stock*

New    

New    
New    

New    
New    
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Spazzola cilindrica modulare

Filo a bassa densità Filo a media densità Filo ad alta densità

.Il principio.
Le spazzole perforate a rulli sono molto semplici da usare e permettono un grande numero 
d’applicazioni, come lavaggio, convogliamento, rimozione polvere o trasporto.
La lunghezza di ogni spazzola è di 100mm. Per ottenere un lungo rullo, basta impilare le spazzole 
su un asse. I denti situati sul corpo delle spazzole si impegnano gli uni negli altri e permettono 
un posizionamento rapido ed efficace. Ad ogni estremità è presente un anello di bloccaggio, per 
bloccare le spazzole in traslazione e portarle in rotazione.

 Il fili.
La disponibilità di diversi materiali e lunghezze dei fili rende possibile numerose applicazioni. 
Abbiamo selezionato fili in poliestere PBT di 2 lunghezze diverse per applicazioni di trasporto o di 
lavaggio, mentre per la rimozione della polvere abbiamo scelto del crine di cavallo e del tampico.

 La densità.
Per ogni spazzola, esistono diverse densità di filo: bassa, media o alta (vedere fotografia).

Introduzione
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*Nei limiti delle disponibilità - Dimensioni in mm

Spazzola cilindrica modulare Filo in tampico
Applicazione: rimozione polvere BCMtp

-  Ideale per rimuovere la polvere
-   Spazzole impilabili per ottenere grandi lunghezze
-   Materiali:

Filo: tampico 
Corpo: polipropilene
 Filo di aggraffatura: inox 316L

-   Altezza del filo 50 mm circa

 Vantaggi.
- Antistatico
-   Il tampico può essere usato in ambienti umidi
-   Grande resistenza all’abrasione
-   Ottima capacità di spazzolatura

.Info..
- Venduto a multipli, contattateci

 Accessorio.
-  Elemento di trascinamento  

BCM-T (p.213)

ØD ØC Densità
del filo

N. di denti 
del corpo

N. file Prezzo unit.
Codice est. corpo ØA filamenti Da 1 a 5
BCM30-130M/TP 130 30 12 media 1 8 - su richiesta
BCM58-155M/TP 155 58 20 media 2 24 - su richiesta
BCM78-180M/TP 180 78 30 media 2 32 - su richiesta
BCM108-210M/TP 210 108 40 media 2 40 - su richiesta

Nuovo profilo  

del corpo

Lunghezza
106

ØD
ØC

ØA6 6

Stock*

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prezzo -5% Su richiesta
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*Nei limiti delle disponibilità - Dimensioni in mm

Spazzola cilindrica modulare Filo in poliestere PBT
Applicazione: trasportoBCMpbt

ØD ØC Densità
del filo

N. di denti 
del corpo

N. file Prezzo unit.
Codice est. corpo ØA filamenti Da 1 a 5
BCM30-60H/PBT 60 30 12 alta 1 16 -  154,21 F 
BCM58-85H/PBT 85 58 20 alta 2 32 -  51,62 F 
BCM78-110H/PBT 110 78 30 alta 2 48 -  62,95 F 
BCM108-140H/PBT 140 108 40 alta 2 56 -  73,70 F 

Lunghezza
106

ØD
ØC

ØA6 6

Per uso alimentare

Nuovo profilo  

del corpo

Stock*

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prezzo -5% Su richiesta

-  Ideale per il trasporto
-   Spazzole impilabili per ottenere 

grandi lunghezze
-   Materiali:

Filo: poliestere PBT blu 
Corpo: polipropilene 
 Filo di aggraffatura: inox 316L

-   Diametro del filo 0,35 mm
-   Altezza del filo 15 mm circa

.Vantaggi.
-   Non assorbe umidità
-  Resistenza della fibra a 120°C
-  Consigliato per ambienti  

agro-alimentari

.Info..
- Venduto a multipli, contattateci

Accessorio.
-  Elemento di trascinamento  

BCM-T (p.213)
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*Nei limiti delle disponibilità - Dimensioni in mm

Nuovo profilo  

del corpo

Spazzola cilindrica modulare Filo in poliestere PBT
Applicazione: lavaggio BCMpbt

ØD ØC Densità
del filo

N. di denti 
del corpo

N. file Prezzo unit.
Codice est. corpo ØA filamenti Da 1 a 5
BCM30-130M/PBT 130 30 12 media 1 16 -  151,89 F 
BCM58-155M/PBT 155 58 20 media 2 24 -  41,73 F 
BCM58-155B/PBT 155 58 20 bassa 2 16 -  35,84 F 
BCM78-180M/PBT 180 78 30 media 2 32 -  47,49 F 
BCM78-180B/PBT 180 78 30 bassa 2 24 -  40,95 F 
BCM108-210M/PBT 210 108 40 media 2 40 -  57,18 F 
BCM108-210H/PBT 210 108 40 bassa 2 32 -  49,97 F 

Lunghezza
106

ØD
ØC

ØA6 6

Per uso alimentare

Stock*

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prezzo -5% Su richiesta

-  Ideale per il lavaggio
-   Spazzole impilabili per ottenere  

grandi lunghezze
-   Materiali:

Filo: poliestere PBT blu 
Corpo: polipropilene 
Filo di aggraffatura: inox 316L

-   Diametro del filo 0,50 mm
-   Altezza del filo 50 mm circa

.Vantaggi.
-   Non assorbe umidità
-  Resistenza della fibra a 120°C
-  Consigliato per ambienti agro-

alimentari

.Info..
- Venduto a multipli, contattateci

.Accessorio
-  Elemento di trascinamento  

BCM-T (p.213)
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*Nei limiti delle disponibilità - Dimensioni in mm

Spazzola cilindrica modulare Filo di crine di cavallo
Applicazione: rimozione polvereBCMcc

ØD ØC Densità
del filo

N. di denti 
del corpo

N. file Prezzo unit.Codice est.corpo ØA filamenti Da 1 a 5
BCM30-130M/CC 130 30 12 media 1 8 -  153,19 F 
BCM58-155M/CC 155 58 20 media 2 24 -  65,42 F 
BCM78-180M/CC 180 78 30 media 2 32 -  79,15 F 
BCM108-210M/CC 210 108 40 media 2 40 -  96,68 F 

-  Ideale per rimuovere la polvere
-   Spazzole impilabili per ottenere  

grandi lunghezze
-   Materiali:

Filo: crine di cavallo 
Corpo: polipropilene
 Filo di aggraffatura: inox 316L

-  Antistatico
-   Altezza del filo 50 mm circa

 Vantaggi.
-   Il crine di cavallo è meno rigido  

e più abrasivo del tampico  
(spazzolatura più morbida)

-  Il tampico è raccomandato  
per ambienti asciutti

.Info..
- Venduto a multipli, contattateci

 Accessorio.
- Elemento di trascinamento BCM-T (p.213)

Lunghezza
106

ØD
ØC

ØA6 6

Nuovo profilo 

del corpo

Stock*

Per ambienti asciutti

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prezzo -5% Su richiesta
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*Nei limiti delle disponibilità - Dimensioni in mm

Elemento di trascinamento
Per spazzola cilindrica modulare BCMt

-    Anello di bloccaggio per 
spazzola circolare BCM

-    Materiali:
Corpo: polipropilene 
rinforzato con fibre  
di vetro (PP)

 Utilizzo.
-  L’elemento di trascinamento 

è indispensabile per bloccare 
le spazzole impilate durante 
la traslazione e per portarle in 
rotazione

 Come scegliere.
-  La spazzola e l’anello di 
bloccaggio devono avere lo 
stesso diametro di corpo e 
d’alesaggio, indipendentemente 
dalla densità della spazzola

.Info..
-  Venduto a multipli, 

contattateci

.Accessori.
-   Spazzole BCM-TP, BCM-PBT- 

BCM-CC (p.209 a 212)

ØC ØA Per N. di denti 
del corpo

Prezzo unit.
Codice corpo alesaggio ØM E densità Stock* Da 1 a 5

alta
BCM30-T 30 12 M6 18,5 media 1 -  69,49 F 

bassa
alta

BCM58-T 58 20 M6 18,5 media 2 -  28,06 F 
bassa
alta

BCM78-T 78 30 M6 18,5 media 2 -  28,49 F 
bassa
alta

BCM108-T 108 40 M8 25 media 2 -  39,98 F 
bassa

3 ØM @ 120°

E

ØA

Nuovo profilo  

del corpo

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 10+
Sc. Prezzo -5% Su richiesta
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Square decorative screwed hinges
Polyamide carbon fibre reinforcedCHAE PAC

- Square screwed hinge
- Max opening angle 270°
- To be fastened with M8 countersunk 
screws to DIN7991

- Materials
      Polyamide 6.6 reinforced 30% carbon 

fibre
     Pin 303 stainless steel
- Cycling test: hinge is functional after 
10.000 cycles (open/close) for a 80 kg 
door (dimension 1500 (H) x 750 (W) mm

.Advantages.
- Aesthetic design
- Stronger and lighter than an equivalent 
glass fibre polyamide hinge

- Good corrosion resistance (alternative to 
stainless steel hinges)

Dimensions in mm

Weight Price each
Part number A B C ØD E (g) 1 to 5
CHAE8080/PAC 80 80 7,8 7 8,3 68  10,71 F 

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -5% -10% On request

glass fibre 

reinforced

ØD
C

E

B

A 55

Ø8.5@90°

50
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 Stainless steel compact spring hinge
CHAR CAV

Weight Price each
Part number  A    B C ØD Type (g) 1 to 5
CHAR8555/CAV 85 55 2 5 opening 107 4  23,80 F 
CHAR8555-F/CAV 85 55 2 5 closing 107 4  23,80 F 

Very easy to install

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -5% -10% On request

A
83
48 18,5

B
19

17,5
3,1

17

C

9,5

ØD

2
C

6,2

CHAR8555/CAV CHAR8555-F/CAV

Remove stopper 
after assembly

-  Spring-loaded hinges with stopper to lock 
the hinges in the open position for easy 
assembly

- 270° opening angle
- Material

304 stainless steel, stainless steel spring
- Spring torque

Opening spring:
M(0°): 1.6 Nm
M(90°): 1.2 Nm
M(180°): 0.84 Nm
Closing spring:
M(0°): 0.75 Nm 
M(90°): 1.2 Nm
M(180°): 1.65 Nm

.Info.
-  Spring hinge opens or closes delivered flat

Stopper 

for easy 

assembly

Stock*

*Depending on availability - Dimensions in mm



www.ctmeca.com Tel. +(39) 011 760 95 05216 info2@ctmeca.comTel. +(39) 011 760 95 05 217aggiornamento - 03/2025 aggiornamento - 03/2025
Vente à distance de composants mécaniques Vente à distance de composants mécaniques

Dimensions in mm

Hinge with stop
Stainless steelCHAB

- Hinge for hatch opening
-  Its integrated stop avoids the need to add 

an external stop or a safety bracket
- Materials :
     316 stainless steel

.Advantages.
-  Ideal for horizontal use. When it reaches 

its stop, the hatch is held open under its 
own weight

Weight Price each
 Part Number A B C D E F G S (g)  1 à 5
CHAB50-50/SS 50 50 2,5 6 5,5 34 34 5,5 70 4  20,99 F 

DISCOUNT
Qty 1+ 6+ 20+ 50+

Disc. List -10% -20% On request

S@90°B

F

A G

D

12
0°

E C

Integrated 

stop

Stainless

steel
Typical application

M
AX

ST
OP

120°

Stock*
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- Concealed hinges (Medium size)
- 125° opening
- Material:
     Steel zinc plated or 316L stainless steel raw
     Links in aluminium
     Pin in zinc plated steel or in 304Cu stainless steel  

.Advantage.
- Invisible when the door is closed

.Assembly.
- For nested doors or surface mounted doors
- LH or RH options
- For horizontal or vertical applications.
Opening angle differs according to door thickness:
- For thickness up to 10 mm: opening angle of 125°
- 15 mm thickness: opening angle of 115°
- 20 mm thickness: opening angle of 108°

For nested doors or surface mounted doors
Steel or stainless steel invisible hinge

CHINV

Weight Price each
Part number Material A B C (g) 1 to 5
CHINV-7755 Steel 77 55,2 54,0 250  18,75 F 
CHINV-7755/SS Stainless steel 77 55,2 54,0 250  35,27 F 

Dimensions in mm

DISCOUNTS
Qty 1+ 6+ 20+ 50+

Disc. List -5% -10% On request

Opening  

up to 125°

C

B

A
60

42
10
20

2,5 5,5

10,5

77
60
77

24

10

45
10,5

5,5
38

Opening  
up to 125°
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Cerniera piana in acciaio o alluminio
CHAL

-  Cerniera lunga con diametro del perno piccolo
- Giunto avvolto
- Cerniera non forata
- M ateriali: 

Acciaio grezzo 
Alluminio

 Applicazioni.
-  Falegnameria, carpenteria industriale,  

postazioni di lavoro...

.Vantaggi.
- Ingombro ridotto
-  Possibilità di taglio alla lunghezza  

desiderata a vostra cura

Tipo di cerniera pianoforte

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+
Sc. Prezzo -5% Su richiesta

Esempio d’applicazione

L
ØN

P

A

E

Economica

*Nei limiti delle disponibilità - Dimensioni in mm

Massa Prezzo
al metro Uni.

Codici A L P E ØN (kg/m) 1 a 5
Acciaio
CHAL3-40-1000 40 1000 20 1,2 3 0,530 4  13,84 F 
CHAL3-50-1000 50 1000 20 1,2 3 0,610 4  14,56 F 
Alluminio
CHAL3-35-1000/A 35 1000 20 1,0 3 0,175 4  16,13 F 
CHAL3-40-1000/A 40 1000 20 1,0 3 0,208 4  16,34 F 
CHAL4-50-1000/A 50 1000 30 1,5 4 0,300 4  21,26 F 

Stock*
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Cerniera piana inox
CHALss

-  Cerniera lunga con diametro del perno piccolo
- Giunto avvolto
- Cerniera non forata
- M ateriale:  

Inox 304 

 Applicazioni.
-  Falegnameria, carpenteria industriale, postazioni  

di lavoro... 

.Vantaggi.
- Ingombro ridotto
-  Possibilità di taglio alla lunghezza  

desiderata a vostra cura

 Massa
al metro Prezzo unit.

Codici A L P E ØN (kg/m) 1 a 5
CHAL2-20-1000/SS 20 1000 15 0,6 2,5 0,140 4  19,18 F 
CHAL2-25-1000/SS 25 1000 15 0,6 2,5 0,165 -  19,20 F 
CHAL2-30-1000/SS 30 1000 15 0,6 2,5 0,190 4  20,31 F 
CHAL3-25-1000/SS 25 1000 20 1,0 3,0 0,325 4  20,49 F 
CHAL3-40-1000/SS 40 1000 20 1,2 3,0 0,520 4  27,92 F 
CHAL3-50-1000/SS 50 1000 20 1,2 3,0 0,620 4  30,15 F 
CHAL6-60-1000/SS 60 1000 30 2,0 6,0 1,470 4  74,43 F 
CHAL6-80-1000/SS 80 1000 30 2,0 6,0 1,700 -  85,20 F 

Tipo di cerniera pianoforte

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+
Sc. Prezzo -5% Su richiesta

L
ØN

P

A

E

Esempio d’applicazione

Economica

inox

*Nei limiti delle disponibilità - Dimensioni in mm

Stock*
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- Staffa pieghevole
-  Bloccaggio automatico quando  

è in posizione aperta
- Senso di apertura verso l’alto
- Leva per sbloccare
- Materiali :
     Inox 304 finitura lucida

 Vantaggi.
-  Staffa con funzione di  

cerniera integrata

CPAS

Carico Massa Prezzo unit.
Codice A B C D E H F G ammissibile (kg) (g) de 1 a 5
CPAS305-165H 307 165 29 98 156 67 38 45 150 515 4  157,01 F 
CPAS200-116H 201 116 29 155  -  - 21 80 175 332 4  122,58 F 

Per carichi pesanti

Fino a 175 kg

Squadra pieghevole inox

*Nei limiti delle disponibilità - Dimensioni in mm

Stock*

28,5 C

25

Ø5

36,5 ED

A

H
F

G

20

B

Esempio d’applicazione

SCONTI PER QUANTITÀ
Qtà 1+ 6+ 20+
Sc. Prezzo -5% Su richiesta

New    
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A B

20 22
13

3

40
6

24,4

CPAS139-151-D

406

24,4

CPAS139-151-G

3
Ø6,3

Ø6,3

Stay with safety catch
For keeping a lid open

Weight Price each
Part number A B (g) 1 to 5

CPAS139-151-D 139 151 148 4  33,56 F 
CPAS139-151-G 139 151 148 4  33,56 F 

CPAS
- Support stay
- Works in compression
- Opens upwards
- M aterial 

Stainless steel 304, natural finish

.Uses.
-   To close, open the lid in order to release  

the safety catch and then push the joint

6+
-5%

50+
On request

20+
-10%

1+
List

Qty
Disc.

DISCOUNTS

Unlock

Lock

Lock/unlock

Typical application

stainless

steel

Stock*

*Depending on availability - Dimensions in mm
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Quarter turn latch for the food industry
SER69K

- Stainless steel 1/4 turn latch, seal rating IP69K
- Hygienic latch
- Materials: 
     304 stainless steel
    O-ring seal, blue silicon

.Advantages.
- Ideal for use in the food industry
- No water retaining zones 
-  Avoids bacteria  

developing

.Accessories.
-   See SER69K-CLE 

key (p.223)

Dimensions in mm

Price each
Part number H 1 to 5
Triangular head
SER69K-18/T 18  61,86 F 
SER69K-20/T 20  61,86 F 
SER69K-22/T 22  61,86 F 
SER69K-24/T 24  61,86 F 
SER69K-26/T 26  61,86 F 
SER69K-28/T 28  61,86 F 
Rounded head
SER69K-18/R 18  61,86 F 
SER69K-20/R 20  61,86 F 
SER69K-22/R 22  61,86 F 
SER69K-24/R 24  61,86 F 
SER69K-26/R 26  61,86 F 
SER69K-28/R 28  61,86 F 

Stainless steel

stainless

steel

H
13

Ø28 17,5
19

90°

Ø28
Ø22+0,5

CH20+0,5

Mounting holeRounded head
ch.10

Ø28

O-ring seal

Ø28

M22x1,5

20-0,2

Height 6,5

Triangular head

M22X1,5

H
14

DISCOUNTS
Qty 1+ 6+ 10+ 15+

Disc. List -5% -10% On request

Waterproof 

seal
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Quarter turn latch for the food industry
SER69K

-  Key for SER69K stainless steel 1/4 turn latch
-   2 versions: 

Clé-T in plastic with triangular head 
Clé-R in plastic with stainless steel insert, 
rounded head

.Advantages.
-  Ideal for use in the food industry

Dimensions in mm

Price each
Part number Drive Material 1 to 5
SER69K-CLE/T Triangular Plastic  2,99 F 
SER69K-CLE/R Rounded Plastic, stainless steel insert  7,58 F 

Key

41

2852 10,1+0,2

Ø18
Ø13+0,3SER69K-CLE-R

41

28
42

Ø14

Height 6,5
SER69K-CLE-T

SER69K-CLE-R

DISCOUNTS
Qty 1+ 6+ 10+ 15+

Disc. List -5% -10% On request
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-  Springloaded bolt can be held in unlocked 
position

-  It is recommended to combine  
1 latch with 1 strike

- Materials:
      Body: aluminium 6060T5 clear anodised
      Shaft and handle: raw aluminium
     Cap: Black PE
     Spring: Stainless steel
      Strike: aluminium 5754 clear anodised

In aluminium
Latch with locking system
LRR37

Weight Price each
Part number A B C Type  (g) 1 to 9
Springloaded bolt
LRR-37-2/ALU 60 36,5 34 2 58 -  28,02 F 
LRR-37-1/ALU 60 36,5 34 1 58 -  28,02 F 
Strike
LRR-37-GPV/ALU 25 37 19  - 11 -  4,96 F 

Dimensions in mm

DISCOUNT
Qty 1+ 10+ 20+ 50+

Disc. List -3% -5% On request

Springloaded bolt Strike

Held unlocked

27
,5

C

Ø 14

2,5

A

B

8 Ø
 6

,2

6,25 12,50

LRR-37-GPV/ALU

Ø
 1

2,
9

Ø
 1

2,
9

27
,5B

8

10

10 4,5

(C)
9,5

2
Ø6,2(x2)

Ø10,2(x2)
40

A

Type 2
LRR-37-2/ALU

Type 1
LRR-37-1/ALU
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