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Side flexing slim plate chain
Range 880 TABCAP880t

-  Bending radius allows chain to follow  
a curved path

-  Materials:
Plates: low friction acetal
Pin: stainless steel 304

-  Operating temp.: -40°C to +85°C  
(+70°C in humid environments)

- Length 3048mm (80 plates)

.Advantages.
-  Special shape prevents products being 

carried moving or falling whilst on curves

.Associated products.
-  Drive sprocket Pt880
- Idler sprocket PR880
- Idler dBL880
- Straight track GRd880t
- Curved track GCB880t
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Qty.
Disc.

diSCountS

CAP880T-82 82,5 3048 457 5200 1,04 106,93 F
CAP880T-114 114,3 3048 532 5200 1,21 122,84 F
Dimensions in mm


