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Adjustable friction hinges
For opening and positioning a panel or doorChAFR
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- Screw mounting
- M aterials : 

Aluminium 
Sleeve : POM 
Adjustable screw : Stainless steel A2

- Plain or black anodised finish
- Holding force : 0 to 5 Nm max
- Withstands 6000N
- Shear force : 5000N
- Working temp range -20 to 80°C

.Advantages.
- Adjustable holding force New !
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CHAFR6555/AI Plain anodised 21,75 F
CHAFR6555/AN Black anodised 21,75 F
Dimensions in mm


